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ArTu PB Panelboard
Three-step selection process

Step 1
Select the fixed Panelboard required from page 5 or Select the Custom Panelboard required from page 7 or
Select the Custom Pan Assembly required from page 9.

Step 2

Select the incoming device incoming kit and the inner door required from page 10.

Step 3
Select the outgoing device required from page 11.
(Including the front connection terminal sets for outgoing XT1 and XT3 MCCB?s)
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18 way 4 pole XT3 Fixed Panelboard/Custom Panelboard & Pan Assembly equals 16 outgoing ways

When ordering the incoming breaker do not forget to order the connection kit

For XT1 and XT3 outgoing devices front connection terminal sets are required

For breaker terminal shrouds see MCCB'’s breaker accessories

As standard no panelboard is fitted with a plinth (see panelboard accessories)

For T2 outgoing breakers see most updated MCCB's technical catalogue

For the custom panelboard fill the usable space with plug-in module bases. Any left over busbar
/ equivalent space on the inner door should be shrouded (see custom panelboard accessories)
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ArTu PB Panelboard
Panelboard

General information

The new ArTu PB Panelboard series, offers incoming options up to 800A and out-
going ways up to 400A. The ArTu PB panelboard is extremely robust, due to the
newly designed metalwork system.

The ArTu PB panelboard is available wall mounted as standard, and in three configurations of 6, 12, 16 and 18 outgoing ways, giving
you the ability to build your own custom panelboard.

The new system allows you to fit T1, T3, XT1 and XT3, three or four pole and the single pole MCCB’s to the same copper system using
the new plug in bases designed by ABB.

Side cable chambers are available in a width of 390mm which can be fitted on either side of the main structure.

There is also an option of adding top, bottom and metering extension boxes.

As standard the panelboard is fitted with a plain door but, an optional, glazed version is available.

Technical characteristics
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i Compliance with Standards "IEC 614391, 2
i Rated service voltage - Ue upto 415V

ol Rated insulation voltage - Ui up to 1000 V

: Rated frequency 50-60 Hz

a Rated impulse withstand voltage - Uimp 8 kV

: :I Rated current - In 1250A
i‘i Rated short-circuit short-time Withstand current - lcw : up to 65 kA
o Rated short-circuit peak current - Ipk up to 143 KA
IP degree of protection : 43 with door

4 1STC802005D0204 | ABB Technical catalogue



Selection

Step 1

Select the fixed capacity Panelboard required from the table below.

Fixed panelboard

RS R TR AR R AN RN N TS

Ways : Copper Rating :MCCB Type :3 Pole ‘ Dimensions [mm] ‘4 Pole ‘ Dimensions [mm]
6 400A T1-XT1 outgoing 160A 640T1PB3MD 1250x690x240 640T1PB4 1250x690x240
6 400A T3-XT3 outgoing 250A 640T3PB3MD 1250x690x240 640T3PB4 1450x690x240
6 800A T3-XT3 outgoing 250A 680T3PB3MD 1250x690x240 680T3PB4 1450x690x240
12 400A T1-XT1 outgoing 160A 124T1PB3MD 1650x690x240 124T1PB4 1650x690x240
12 400A T3-XT3 outgoing 250A 124T3PB3MD 1650x690x240 124T3PB4 1850x690x240
12 800A T1-XT1 outgoing 160A 128T1PB3MD 1650x690x240 128T1PB4 1650x690x240
12 800A T3-XT3 outgoing 250A 128T3PB3MD 1650x690x240 128T3PB4 1850x690x240
18 400A T1-XT1 outgoing 160A 184T1PB3MD 2050x690x240 184T1PB4 2050x690x240
18 800A T1-XT1 outgoing 160A 188T1PB3MD 2050x690x240 188T1PB4 2050x690x240
18* : 800A i T3-XT3 outgoing i 250A : 188T3PB3MD i 2050x690x240 188T3PB4 2050x690x240

* XT3 and T3 4 pole Panelboard equals 16 outgoing ways.
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ArTu PB Panelboard
Custom panelboard

General information

The new ArTu PB panelboard system gives you the flexibility to design your own
custom panelboard.

There are four sizes for the custom panelboard, 6, 12, 16 and 18 outgoing ways,
and can be equipped with an incoming breaker from 250A to 1250A.

Each panelboard has a fixed dimension of copper depending on the quantity of outgoing ways required.
All'you have to do is select the plug-in bases and fill up the copper bar to suit the breakers you need.
Any remaining copper can be shrouded and MCB blanking plates can be used to fill out the inner door.
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MCCB Type 3P [mm] 4P [mm]
T1 - XT1 76.2 101.2
T2 90 120
T3 - XT3 105 140
T4 105 -
T5 :139.5
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Selection
Step 1

Select the Custom Panelboard required from the table below.

400A - 800A
6 ways

400A - 800A
12 ways

400A - 800A
18 ways*

1250A
16 ways ***/ 4

ways **
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Ways ) (12 (16 i18
No. poles 3 ‘4 3 ‘4 3 3 ‘4
Usable copper [d=mm] : 315 420 315 420 315 315 420
Usable copper [d1=mm] : - - - - 280 315 280
Code 400A | CUB40PB3MD ' - CU124PB3MD : - - CU184PB3MD : -
800A | CUBSOPB3MD | CUBSOPB4 | CU128PB3MD : CU128PB4 CU188PB3MD | CU188PB4
1250A - - - - © CU12504T5PB3MD : - -
Custom Panelboard
Copper Dimensions Dimensions
MCCB Type 3 Pole [mm] 4 Pole [mm]
T1 single pole - T1 -T2 - T3 - XT1 - XT3 ~: CUB40PB3MD 1250x690x240 : - -
T1 single pole - T1 - T2 - T3 - XT1 - XT3 1250x690x240 | CUBSOPB4
T1 single pole - T1 -T2 - T3 - XT1 - XT3 1 1650x690%x240 : -
T1 single pole - T1 - T2 - T3 - XT1 - XT3 1650x690x240 | CU128PB4
T1 single pole - T1 - T2 - T3 - XT1 - XT3 T 0050x690x240 | -
T1 single pole - T1 - T2 - T3 - XT1 - XT3 ' 2050x690x240 | CU188PB4
416" | 1250A | T1 single pole - T1 - T2 - T3 - T4 - T5 - XT1 - XT3 : CU12504T5PB3MD | 2050x890x240 ' - .

* XT3 and T3 4 poles breakers equals 16 outgoing ways.

**T4-T5 3 poles breakers equals 4 outgoing ways.

*** XT3 and T3 3 poles breakers equals 16 outgoing ways.
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ArTu PB Panelboard
Custom Pan Assembly

General information

The Pan Assembly option allows you to design your own customized switchboard.
As with the panelboard, it is available in three sizes with 6, 12, 16 and 18 outgoing
ways, each of which can be equipped with an incoming breaker from 250A to
800A, three or four pole.

As standard the pan assembly is supplied in three or four pole version. Each pan assembly has a fixed dimension of copper depending
on the quantity of outgoing ways you require. All you have to do is select the plug-in bases and fill up the copper bar to suit the
breakers. Any remaining copper can be shrouded and MCB blanking plates can be used to fill the inner door cut out.
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Selection
Step 1

Select the Custom Pan Assembly required from the table below.

le—— o — sl a0 — e &

Ways ‘6
No. poles ‘3 ‘4 ‘4
Usable copper [d=mm)] 315 420 420
Usable copper [d1=mm] 280
Code . CUB4OPA3MD ) ) ‘ A ) -
 CUBSOPA3MD  : CUBSOPA4 [ CU128PA3MD | CU128PA4 . CU188PA4
Custom Pan Assembly
Copper Dimensions Dimensions
MCCB Type 3 Pole [mm] 4 Pole [mm]
T1 single pole - T1 - T2 - T3 - XT1 - XT3 CUB40PASMD 1177x544x105 | - -
T1 single pole - T1 - T2 - T3 - XT1 - XT3 T CUBSOPASMD 1177x544x105
T1 single pole - T1 - T2 - T3 - XT1 - XT3 'CU124PASMD 1577x544x105
T1 single pole - T1 - T2 - T3 - XT1 - XT3 ‘CU128PASMD 1577x544x105
Tlodogelo TH-T2 T T 10 CUISPAND forhsterios -
" T1 single pole - T1 - T2 - T3 - XT1 - XT3 [ CUT88PA3MD | 1977x544x105 : CU188PA4 © 1977x544x105

* XT3 4 poles beakers equals 16 outgoing ways.

i Dimensions W

MCCB Type [mm]
T1-XT1 . 76.2
T2

T3-XT3 105
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ArTu PB Panelboard

Incoming selection kit

Step 2

Select the incoming connection kit required from the table below.

Direct connection kit

Type 3 Pole 4 Pole Inner door
400A Busbar rating 400DC3/4P 400DC3/4P P6eX6DC
800A Busbar rating 800DC3P 800DC4P PEX6DC
1250A Busbar rating 1250DC3P - P8XDC
Neutral connection kit

Type 3 Pole 4 Pole Inner door
4 pole neutral connection kit 250A 250NCT34P

4 pole neutral connection kit 400/630A B630NCT54P

4 pole neutral connection kit 800A 800ONCT64P

Incomer options

(Connection kits must be ordered with each incoming breaker)

Type 3 Pole 4 Pole Inner door
250A Switch disconnector T3D250 1SDA068210RI 1SDA068211RI

250A MCCB T3N250 1SDA0B8B059RI 1SDA068070RI

250A MCCB connection Kit XT3 250T33P 250T34P PBEX6XT3
250A Terminals Shrouds ( Pair ) XT3 1SDA066668R1 1SDA066669R1

400A MCCB connection Kit T5 400T53P 400T54P PBX6T5
T5N 400 PR221DS-I In=400 F F 1SDA054319R1 1SDA054327R1

T5N 400 PR221DS-LS In=400 F F 1SDA054317R1 1SDA054325R1

400A Switch disconnector T5D400 1SDA054599R1 1SDA054600R1

400A Terminals Shrouds ( Pair) T5 1SDA054960R1 1SDA054961R1

630A MCCB connection kit T5 630T53P 630T54P PBX6T5
T5N 630 PR221DS-I In=630 F F 1SDA054397R1 1SDA054401R1

T5N 630 PR221DS-LS In=630 F F 1SDA054396R1 1SDA054396R1

T5S 630 PR221DS-LS In=630 F F 1SDA054404R1 1SDA054408R1

630A Switch disconnector T5D630 1SDA054601R1 1SDA054602R1

630A Terminals Shrouds ( Pair) T5 1SDA054960R 1 1SDA054961R1

800A MCCB connection kit T6 800T63P 800T64P PBX6T6
800A Switch disconnector T6D800 1SDA060345R1 1SDA060346R1

800A MCCB T6N800 1SDA06B0268R 1 1SDA060273R1

800A MCCB T6S800 1SDA060278R1 1SDA060283R1

800A Terminals Shrouds ( Pair) T6 1SDA014040R1 1SDA014041R1

1250A MCCB Connection Kit T7 1250T73P P8XT7
1250A Switch disconnector T7D 1SDA062036R 1

1250A MCCB T7S 50kA LS/I 1SDA062866R1

1250A Terminals Shrouds ( Pair) 1SDA0B3091R1

For terminal shrouds see accessories.
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ArTu PB Panelboard

MCCB Outgoing breaker selection

Step 3

Select the outgoing devices required from the table below.

T1B Single pole MCCB XT1C
Order code : Order code

Current rating 1 Pole Current rating i 3 Pole 4 Pole
16A SP 16kA MCCB - T1B160 (Th/Mag) . 1SDA052616R1 25A 25KkA MCCB - XT1G160 (Th/Mag) | 1SDAO67391R1 | 1SDA0G7400R1
20A SP 16kA MCCB - T1B160 (Th/Mag) T 1SDA0S2617R1 32A 25kA MCCB - XT1C160 (Th/Mag) . 1SDAO67392R1 | 1SDA067401R1
J5A SP 25kA MCCB - T1B160 (Th/Mag) 1SDA0S2618R1 40A 25kA MCCB - XT1C160 (Th/Mag) : 1SDAOG7393R1
32A SP 26kA MCCB - T1B160 (Th/Mag) 1SDA052619RT  50A 25kAMCCB - XT1C160 (Th/Mag) : 1SDA0B7394R1 -
40A SP 25kA MCGB - T1B160 (Th/Mag) 1SDA052620R1 B3A 25kA MCCB - XT1C160 (Th/Mag) 1SDA067395R1:
50A SP 25kA MCGB - T1B160 (Th/Mag) 1SDA052621R1 80A 25kA MCCB - XT1C160 (Th/Mag) 1SDA067396R1: 1SDA0B7405R1
63A SP 25kA MCGB - T1B160 (Th/Mag) 1SDA052622R1 100A 25kA MCCB - XT1C160 (Th/Mag) : 1SDA067397R1 : 1SDA067406R1
80A SP 25kA MCCB - T1B160 (Th/Mag) 1SDA052623R1 125A 25kA MCCB - XT1C160 (Th/Mag) ;| 1SDA067398R1
100A SP 25kA MCCB - T1B160 (Th/Mag) 1SDA052624R1 160A 25kA MCCB - XT1C160 (Th/Mag) | 1SDA0B7399R1 | 1SDA067410R1
125A SP 25kA MCCB - T1B160 (Th/Mag) 1SDA052625R1
160A SP 25kA MCCB - T1B160 (Th/Mag) | 1SDA052626R1

XT1N
T1B Accessories T Order code

Order code Current rating 3 Pole 4 Pole
. : 32A 36KA MCCB - XTIN160 (Th/Mag) | 1SDA067411R1 | 1SDAOB7419R1

Current rating 4 Pole 40A 36KA MCCB - XT1N160 (Th/Mag) : 1SDA067412R1 | 1SDAOB7420R1
SF. Terminal Govers (Each) 00001 50A 36kA MCCB - XTIN160 (ThMag) - 1SDA0B7413R1
SPPLUGINBASE LT & LS PLTTTLVLSD 63A 36KA MCCB - XTIN160 (ThiMag) . 1SDA0B7414R1
SP PLUG IN BASE L2 CPLT11L2P :
Sone oo o st =7 Do 80A 36KA MCGB - XTIN160 (Th/Mag) - 1SDAOG7415R1

100A 36kA MCCB - XTIN160 (Th/Mag) - 1SDA067416R1

125A 36kA MCCB - XTIN160 (Th/Mag) : 1SDA0B7417R1 | 1SDA067427R1
XT1B 160A 36KA MCCB - XTIN160 (Th/Mag) | 1SDA067418R1; 1SDA067428R1

Order code

Current rating : 3 Pole 4 Pole XT1 Accessories
16A 18kA MCCB - XT1B160 (Th/Mag) | 1SDAOB6799R1 | 1SDA0BES10RT :
20A 18KA MCCB - XT1B160 (Th/Mag) : 1SDAOBBSO0R1  Ordercode
25A 18kA MCCB - XT1B160 (Th/Mag) : 1SDA0B6S01R1 : Current rating : 3 Pole : 4 Pole
32A 18kA MCCB - XT1B160 (Th/Mag) 1SDAOBBS02R1 Front Terminal (FC Cu) i 1SDA066905RT i 1SDAOB6906R1
40A 18KA MCCB - XT1B160 (Th/Mag) : 1SDAOB6803R1 H TP High Terminal Covers (Pair) - HTC 1SDAOB6665R1
50A 18KA MCCB - XT1B160 (ThMag)  1SDAOBBBOART XT1 Plug in base CPLT13P UPLT13P + PLT14PMD
63A 18kA MCCB - XT1B160 (Th/Mag) : 1SDAOBBS05R1 : Please note each base = 2 x Devices
80A 18KA MCCB - XT1B160 (Th/Mag) . 1SDAOG6806R1 : Please note 1 x FG Gu 3/4P min per Device
100A 18KA MCCB - XT1B160 (Th/Mag) | 1SDAOB68O7R1
125A 18kA MCCB - XT1B160 (Th/Mag) | 1SDAOB68O8R1
160A 18kA MCCB - XT1B160 (Th/Mag) | 1SDAOB6S09R1 | 1SDA0B6SSSR1

Technical catalogue | 1STC802005D0204 11



ArTu PB Panelboard
MCCB Outgoing breaker selection

Step 3

Select the outgoing devices required from the table below.

XT3N XT3S

: Order code : Order code
Current rating i 3 Pole i 4 Pole Current rating i 3 Pole 4 Pole

B3A 36KA MCCB - XT3N250 (Th/Mag) - TMD : 1SDAOBBO53R1 - 1SDAOBBOBORT  B3A 50kA MCCB - XT3N250 (Th/Mag) - TMD : 1SDA06B215R1: 1SDA0B8222R!

80A 36kA MCCB - XT3N250 (Th/Mag) - TMD - 1SDA0BBO54R1 - 1SDAOBBOB1R1  80A 50KA MCCB - XT3N250 (Th/Mag) - TMD - 1SDA068216R1 - 1SDA068223R1
100A 36kA MCCB - XT3N250 (Th/Mag) - TMD' 1SDAOBS055R1  1SDAOBBO62RT  100A 50kA MCCB - XT3N250 (Th/Mag) - TMD' 1SDA0BS217R1 | 1SDA0BS224R1
125A 36kA MCCB - XT3N250 (Th/Mag) - TMD' 1SDAOBS056R1  1SDAOBBOBTRT  125A 50KA MCCB - XT3N250 (Th/Mag) - TMD' 1SDA0B8218R1 | 1SDA0BS229R1
160A 36KA MCCB - XT3N250 (Th/Mag) - TMD: 1SDA068057R1 | 1SDAOGB0GBRT ~ 160A 50kA MCCB - XT3N250 (Th/Mag) - TMD: 1SDA0B8219R1 | 1SDAOBS230RT
) - TMD ) - TMD
) - TMD ) - TMD

200A 36kA MCCB - XT3N250 (Th/Mag) - TMD: 1SDAOBB058R1 - 1SDAOGBOBIRT  200A 50KA MCCB - XT3N250 (Th/Mag) - TMD | 1SDA068220R1 | 1SDA068231R1
250A 36KA MCCB - XT3N250 (Th/Mag) - TMD: 1SDAOBS059R1 i 1SDAOBSOTORT  250A 50kA MCCB - XT3N250 (Th/Mag) - TMD | 1SDA0B8221R1 : 1SDA0BS232R1

XT3 Accessories

: Order code .
Current rating 3 Pole 4 Pole
Front Terminal (FC Cu) { 1SDA0B6913R1 | 1SDA0B6914R1
TP High Terminal Covers (Pair) - HTC: 1SDA066668R1 i 1SDAO66669R1
XT3 Plug in base  PLT33P ¢ PLT33P + PLT34PMD

Please note each base = 2 x Devices
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ArTu PB Panelboard
MCCB Outgoing breaker selection

Order code
Current rating 3 Pole
400A 36kA MCCB - T5N400 (PR221DS) - LS/I 1SDA054317R1
Order code
Current rating 3 Pole
400A 50kA MCCB - T5N400 (PR221DS) - LS/I 1SDA054333R1
T5 Accessories
Order code
Current rating 3 Pole
T5 TP High Terminal Shields (Pair) 1SDA054960R 1
T5 PLUG IN BASE PLT53PTMD

Please note each base = 2 x Devices
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ArTu PB Panelboard
Accessories

Glazed door for panelboard
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Metering chamber with side by side Kit
included

Type : Order code

640T1PB3MD - 640T3PB3MD - 640T1PB4 - 680T3PB3MD -  PV1200
CUB8OPB3MD - CUB40PB3MD :

PV1400
124T1PB3MD - 128T1PB3VD - 124T1PB4 - 124T3PB3MD -  F
128T3PB3MD - 128T1PB4 - CU128PB3MD - CU124PB3MD

Type Height Order code
Metering cable compartment 6way 1200

Metering cable compartment 12way 11600

Metering cable compartment 18way 2000

Covers for unused metering 10 pcs -

Side extension modules for panelboard

124T3PB4 - 128T3PB4 - CU128PB4 { PV1800 Type { Order code

'{é4‘|'1 PB3MD - 188T1PRAMD - 184T1PB4 - 188T1PB4 - %N.F)VQOOO 640T1PB3MD - 640T3PB3MD - 640T1PB4 - MI1200 § VC1200* i PC1202

188T3PBMDS - 188T3PB4 - CU188PB3MD - CU188PB4 - | 680T3PB3MD - CUBBOPB3MD - CUB40PB3MD

CU184PB3MD - CU12504T5PB3MD 640T3PB4 - 680T3PB4 - CU6B0PB4 MI1400 : VC1400
124T1PB3MD - 128T1PB3MD - 124T1PB4 - MI1600 : VC1600
124T3PB3MD - 128T3PB3MD - 128T1PB4 -

Plinth CU128PB3MD - CU124PB3MD
124T3PB4 - 128T3PB4 - CU128PB4 MI1800 : VC1800

Type " Order code 184T1PB3MD - 188T1PB3MD - 184T1PB4- | MI2000 | VC2000 | PC2002

Corner feet H=100mm for structure 2 pcs. : ZL1000 188T1PB4 - 188T3PB3MD - 188T3PB4 -

Finishing profile for main structure up to 800A, ZL.1001 CU188PB3MD - CU188PB4 - CU184PB3MD

W=690mm * Only for 640T1PB4

Finishing profile for side cable way ZL.2001 : :

Finishing profile for main structure W=890 ZL1101 Meterl ng eXtenS|On mOdU |eS
Type : Order code

Top/Bottom extension modules

Type : Order code
385x890x240mm HeightxWidthxDepth RCO0000
385x690x240mm HeightxWidthxDepth “RC1000
385x390x240mm HeightxWidthxDepth “RC2000
Aluminium Flange

Type i Length i Order code
Aluminium flange 250-800A 600 ALFO600
Aluminium flange 1250A i 800 i ALFO800
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400A Incoming Metering Kit B24-112-100

800A Incoming Metering Kit B24-112-100
* For ordering these code please contact GBCON, UK

'+ PBMET250-400*
PBMET630-800*

Outgoing Metering Kit

Type . Order code

0-63A Outgoing Metering Kit B24-112-100 .5 PBMET63*
80A-125A Outgoing Metering Kit B24-112-100  : PBMET125*
160-250A Outgoing Metering Kit B24-112-100 : PBMET250*

* For ordering these code please contact GBCON, UK

Covers for neutral and earth

Type i Note i Order code
Neutral shroud 2560-800A - pair : _AD1082
Neutral shroud 1250A - pair £ AD1084




SHB30 MODT..

Plug In device Accessories
Type ¢ Width { Order code Type { Order code
T1 single pole (L1) & (L3) 25.4mm PLT11L1/L3P Busbar shroud 630mm long 3 pcs : SHB30
25.4mm PLT11L2P Busbar module shroud for XT1 10 pcs MODT1
76.2mm PLT13P Busbar module shroud for T2 10 pcs  MODT2
25.4mm PLT14P Busbar module shroud for XT3 10 pcs I MODT3
XT1 4 pole “N” pluginbase  25.4mm PLT14PMD Busbar module shroud for T4 10 pcs | MODT4
90mm PLT23P Busbar module shroud for T5 10 pcs MODT5
30mm PLT24P Spares kit " ' SPARE1
T2 4 pole “N” plug in bése 90mm PLT24PMD Mountlng brackets for T1 single pole 6 pcs 6MBT1 1P
) 105mm PLT33P Wall fixing brackets : AL2000
XT3 4 pole “N” plug in base 35mm PLT34PMD Covers for doors holes RAL 7035 : AD1086
Dummy base for T1 with RCD 30mm PLRCDT1 tral/earth bar additional kit AKINEMD
Dummy base for T2 with RCD | 30mm PLRCDT? tral/earth bar extention kit EXINEMD
Dummy base for T3 Wi:t:h RCD 30mm PLRCDT3 Neutral bar extention klt - 1250A AN1 250
T4Plug in Device threeu pole 105mm PLT43PT 1250A T4/5 cover blanks i AD1087
T5 3p plug in base * : 138,5mm i PLTS3PTMD
*For TS5 max. 400A
~~ e

AKTNEMD

<

EXTINEMD
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ArTu PB Panelboard and Pan Assembly
Panelboard interiors and accessories
(UL Category Code QEUY2/QEUYS8)

General information
The ArTu PB UL series are suitable for applications up to 800A.
The ArTu PB UL is available in two configurations of 6 and 10 outgoing ways.

The interiors are intended to mount and provide electrical connections for circuit breakers. The main busbar system is mounted in the
vertical position and the busbars finish is electrodeposited tin plate. The new system allows for T1 single pole MCCB'’s and T1, T2, T3,
T4 and T5 three poles MCCB using the plug-in bases. The dimension of the plug-in breaker base is equivalent to a 3 poles MCCB'’s and
the single pole base is the same width as the Tmax T1 single pole MCCB. It is possible to mount equal MCCB's on the left and on the
right side of the main busbar system. Any empty ways can be fitted with a cover to insulate the live parts.

; ;
| ma
Fam |
! I
1 I

Technical characteristics

Compliance with Standars

UL category code

UL File No.

Rated Voltagé

Rated frequency

Rated current - in

Rated short-circuit short-time Withstand current - lcw
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C“ UsS

Selection
48
| 4 @l ]
-H\.H\-H\” = Usable Usable
Part. copper copper H W
Number [d=mm] [d1=mm] [mm] [mm]
I | oe 640TIPU3 229 - 977 544
H ° : 640T2PU3 270 - 1177 544
° ° 640T3PU3 315 - 1177 544
» 4 ol N 680T3PU3 315 - 1177 544
I 1 1040T1PU3 229 153 1377 544
1040T2PU3 270 180 1577 544
L i L i 1040T3PU3 315 210 1577 544
1060T1PU2 229 158 1377 544
L 1060T2PU3 270 180 1577 544
B QD N | | v N 1080T3PU3 315 210 1577 744
W wW
Panelboard Interiors
Ways { Copper Rating : Type : Order code
6 400A Busbar system for 6 positions max of T1 3P ) ) ) 640T1PU3
6 400A Busbar system for 6 positions max of T2 3P
6 400A Bgsbar system for 6 positions max of T3 3P
6 800A Busbar system for 6 positions max of T3 3P
10 400A Busbar system for 10 positions max of T1 3P
10 400A Busbar system for 10 positions max of T2 3P
10 400A Busbar system for 10 positions max of T3 3P
10 600A Bgsbar system for 10 positions max of T1 3P
10 600A Busbar system for 10 positions max of T2 3P ) ) ) )
10 i 800A i Busbar system for 10 positions max of T3 3P : 1080T3PU3(")

UL Plug In Device

Type i Width i Order code
T1 single pole “L1” or “L3" PLT
T1 single pole “L2”

T5 three pole 139.5mm CPLTB3PT (9

(") allow the fitting of any kind of Plug In Device
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ArTu PB Panelboard
In-depth technical information

IP degrees of protection

1st NUMBER: protection against solid bodies

2nd NUMBER: protection against liquids

0 No protection

No protection

Protected against solid bodies larger
than 50mm (accidental contact with
hands)

L

==

Protected against vertical fall of
drops of water (condensation)

Protected against solid bodies
larger than 12 mm (fingers)

N
/@F

Z
N

=

Protected against drops of water up

15°
f 7 to 15° from vertical
2

Protected against solid bodies larger

O

. ArTu PB

A .
525 than 2.5mm (tools, wires) Protected against drops of water up
I/ to 60° from vertical
P §
4 o ArTu PB \A Protected against splashes of water
o1 Protected against solid bodies ] from all directions
L larger than 1 mm |
= I
- N
5 a Protected against dust @ &% Protected against jets of water from
YA (no harmful deposit) ] all directions by means of a hose

N

<

Totally protected against dust

)

N

~% Protection against jets of water
similar to sea waves

18t number defined by the CEI EN 60529 — IEC 529 Standards
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Protected against the effects of
Ly temporary immersion
s}
3

Protected against the effects of
continual immersion

2 number defined by the CEI EN 60529 - IEC 529 Standards



IK mechanical resistance
Figure defined by the CEI EN 50102 Standard

Impact energy in

IK 06
0,25 kg

IKO Unprotected
] & Joule 1,00
|
o
o

IK O 025 K Impact energy in IK 07 Impact energy in
E; K9 Joule 0,140 [ A 0,50 kg Joule 2,00
i ] S, [ j

<

IK 02 025k Impact energy in IK 08 ArTu PB
Ey Q™'Y Joule 0,200 1,7 kg m ,
£ g pact energy in
g @ £ Joule 5,00

[=]
(3]

IK 03 Impact energy in IK 09 Impact energy in
£ 0.25kg  joyle 0,350 € 5 kg Joule 10,00
gﬁ] £]

?‘_ (=]
N

IK 04 0.25 kg Impact energy in IK 10 5kg Impact energy in
Exi g Joule 0,500 Eli Joule 20,00
§@ |

IK 05 Impact energy in

0,25
Er— 9 Joule 0,700
|
@ | [ 1
(3]
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ArTu PB Panelboard
In-depth technical information

Compliance with IEC 61439-1 Standard

The ArTu PB Panelboards have undergone type tests in accordance with the IEC 61439-1 Standards. The results of these tests
guarantee the performances of the ArTu switchboards and, by using the metalwork structures, ABB SACE air, modular and
mouldedcase circuit-breakers, means that the end switchboard constructor does not have to carry out any further type tests when
following the selection criteria and assembly instructions for the various components. These results, which are indicated below, can be
referred to for the declaration of conformity of the switchboard.

Dielectric properties (Ref. par. 8.2.2 of the Standard)

: ArTu PB
Rated service voltage: up to 690V AC
Rated insulation voltage: up to %OOOV AC
Rated impulse withstand voltage: 8kV )

Short-circuit withstand current (Ref. par. 8.2.3 of the Standard)

* ArTu PB up to 400A ArTu PB up to 800A ArTu PB up to 1250A

Short-circuit withstand current: phase-phase 35KA (1s) 50KA (1s) B5KA (1s)
phase-neutral 21KA (1s) 30KA (1s) 39KA (1s)

Rated max. béé(k short-circuit current: § 73.5kA © 110kA © 143KA

Short-circuit efficiency (Ref. par. 8.2.4 of the Standard)

© ArTu PB up to 400A © ArTu PB up to 800A { ArTu PB up to 1250A

(Rif. par. 8.2.4.1) Following the assembly indications of the metal components, the effective electrical continuity between
i the exposed conductive parts is verified, with negligible resistance values.

(Rif par. 8.2.4.2) . Protection circuit short-circuit withstand current: phase-earthing busbar
21kA(13) .................................................... 30kA(1s) ............................................... sgkA i

Insulation distances (Ref. par. 8.2.5. of the Standard)

The insulation distances are guaranteed by following the ABB SACE metalwork structure and circuit-breaker assembly and mounting instructions.

Mechanical operation (Ref. par. 8.2.6 of the Standard)
Mechanical operation is verified by following the assembly and mounting instructions of the ABB SACE metalwork structures and circuit-breakers.

Degree of protection (Ref. par. 8.2.7 of the Standard) According to CElI EN 60529 (CEI 70-1 publication IEC 529)
{ ArTu PB
With door ‘P43
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Mechanical characteristics

Material

ArTu PB structure

ickled steel sheet

Panels steel sheet
Doors 15/10mm hot galvanised steel sheet. 4mm thick glass tempered from inside
Painting

Structure colour

Grey orange-peel RAL 7035

Base strip colour

Grey orange-peel RAL 7012

Standard cycle

Sheet washing

Polymerisation in oven at 180°C.

Paint characteristics

Binder: epossipoliestere

Specific gravity: 1,61g/cm3

Melting point:

Granulometry: standard distribution between 5 and 100 micron with average size

particles between 30 and 40 micron. Hardening: 12 min. at 190 °C (temperature

ct)‘

Hardness:

DIN 53152 bending elasticity: on 1/4” spindle

DIN 53151 reticular

herence: 0%)

Erichem elasticity: 53156: > 6mm

Gardner resistance to impact:

Tests carried out on degreased and phosphated sheets with film thickness of 60/70 micron.
The painting has passed the resistance tests to saline fog (193 hours).

Ambient characteristics

Type of installation

indoors

Installation conditions

Wall / Floor-mounted

Service climate (t° / r.h. %) constant 23°C/83% - 40°C/93%

verable 03°C/98% - 40°C/98%
Ambient temperature limits operating -5°C +40°C

storage e LR

When correctly selected and assembled, as per the indications given in this catalogue and in the instruction manual, they allow
construction of switchboards complying with the IEC 61439-1 Standard and on the basis, what is foreseen by the Low Voltage Directive
of the European Community (Directive 73/23/EEC, Law 791/1977).

The above is only valid if the switchboard is designed and constructed when:

- selecting the materials according to the performances indicated in the ABB catalogues;

- sizing the conductors according to the prescriptions of the IEC 61439-1 and CEl 64-8 Standards;
- carrying out the individual tests foreseen under the IEC 61439-1 Standard successfully.
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ArTu PB Panelboard
Overall Dimensions

Front of structure

Front of cable container

Side

690 le—— 390 —»] le— 240 —»f
560 —310 —»]
L ]
ol | | o o )
g | -
I Nk
g/ N2
pe— N = |
A B A
® ® D
o| R
=] |
B N\, Pl
o ? )
ol ! o| 1
@ | @ | A 2 ] o
! T -
Base of structure Base of cable container
540
Fixing to wall
} Cc 6675 — " 3675
Extension ° o 5
modules

200
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Structure

640T1PB3MD
640T3PB3MD
680T3PB3MD
640T1PB4"
CUBBOPB3MD
CUB40PB3MD

- 1200

1250

* Only for 640T1PB4

Structure

640T1PB3MD
640T3PBAMD
680T3PB3MD
640T1PB4
CUBBOPB3MD
CUB40PB3MD

645

1300




Front of structure Fron of cable container Side

690 —— 390 — —— 240 —>| A 5
690 > 310 —»| —112—]
560 ‘ [«— 260 —»| Structure
| ‘ 640T3PB4 1400 1450
“le i LB° T 1| esoTapBa 1400 1450
ol ! N CUB80PB4 1400 1450
(s} . |o . . .
FH"g // el | 124T1PB3MD 1600 1650
i 124T1PB4 1600 1650
124T3PB3MD 1600 1650
128T3PB3MD 1600 1650
124T1PB4 1600 1650
128T1PB4 1600 1650
CU124PB3MD 1600 1650
CU128PB3MD 1600 1650
124T3PB4 1800 1850
128T3PB4 1800 1850
A B A B : : :
ofe CU128PB4 1800 1850
184T1PB3MD 2000 2050
184T1PB4 2000 2050
188T1PB3VD 2000 2050
188T1PB4 2000 2050
188T3PB3MD 2000 2050
188T3PB4 2000 2050
CU188PB3MD 2000 2050
CuU188PB4 2000 2050
AN =T CU184PB3MD 2000 2050
KRN o CU12504T5PB3MD 2000 2050
(u] O N
e \, E o I Cable container
e | B VGC1400 1400 1450
. g 1 v , . . . .
d | g 3 VC1600. 1600 1650
‘ VC1800 1800 1850
VC2000 2000 2050
Base of structure Base of cable container
540
O f
110
?
75,5
v
w%
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ArTu PB Custom Panelboard
Overall Dimensions

Metering chamber with side by side Kit included

645/845

345 —%7 667,5/867,56 —»+—— 367,56
Extension [ o ° T o T ° 5e °
modules 200 200
384,5 384,5
] g <\ @ l
Structure Cable Q
container

[«———645/845 ———»

4734541
|

o nu g Nuy i
’ %152 152
O ) T :i O

[5]
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Metering chamber with side by side Kit included

—— 390
150 — 96 [—
6 ways I}
96
390 f
150
!
150 —1 96 [« I_,
+ 150
96 ,_l
i |
150
150
]
|-
150 I_,
l El 150
©
150
H =1200mm H =1800mm

18 ways

e—— 390 ——»

96

Metering chamber with side by side Kit

included

Type Height Order code
Metering cable compartment 6way 1200 VC1206MD
Metering cable compartment 12way {1600

Metering cable compartment 18way

2000

Covers for unused metering 10 pcs

J][][][]J][][][]

H =2000mm
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ArTu PB Custom Panelboard
Overall Dimensions

ArTu PB Pan Assembly
Fixing points I

oy

T

|
I
|
[Ye)
S |
i @9
544 1
= »le = ‘
m | .
f |
© | «© - Ef \@ .
o | | @
‘ @9 ‘
7] | o ‘
544
A | |
ot | | |
‘ @ _ [commommom mom/mo) | _ = [ciom: H_@_H_%:TL@ ?:
I el B Il o
| |
— I m Il
! | o8 |
— ‘ o ] o ‘
T x
o . Ef wi@ﬁ . :?: o B 2| o :? ‘ o] N
5 ‘ 5| o e 5| < - —
Il Il
Fe ! (o) !
| < ST R |
@ | i | °
| © © oA ] ; [Ble
[commommomaicmmoic] ® [comEcmmonEonmoz| ® ® com[Eommem[uOmmoIS] ®
ol 1ol ol S ol ol ol g f lof Tl & 5
T I § E‘i;? | :
@ ‘ o @ ‘ o o ‘ o
© © @ ||
| © | © @ | o @
© © (] @
| 5 | 5 5 | 5
| © | O/l © 0 ©
| ) ¢ | g ) ¢ | g
0 o © 0 © @ 0 @
| : | : : | :
o ! o o o ! o |2 9 ! o |@
o |[8 o o |o o
° ® o o
1 ) (oI 1 M{e) (| 1 mte)
| | | |
‘ 7.5 ‘ 7.5 ‘ 7.5
0 0
[a\) eV}
Code A B C Code A B C Code A B C
CUB40PA3MD 1177 288 12 CU124PA3MD 1577 388 48 CU184PA3MD 1977 488 48
CUBBOPA3MD 177 288 12 CU128PA3MD 1577 388 48 CU188PA3MD 1977 488 48
CUBBOPA4 1377 338 48 CU128PA4 1777 438 48 CU188PA4 1977 488 48
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Drilling template of the compartment door

Drilling template of the Tmax T3 inner door with flange

External door
Inner door >

181 —f

00600

470.4

Drilling template of the Isomax S6 inner door with flange

R
—147—»

]

¥ N

2

External door
INner door n—

181 —

6660666060

430.4
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Drilling template of the Tmax T5 inner door with flange

External door

"o

INner door m———p

00000006

137

181 —»

CleX)

Q
Yo}
<
Y
Drilling template for outgoing ways
—— = = —w»
—> 47— | 47— e
— =::\ g | =
‘ : :
18 ways ‘ o i | : )
I o
‘ | | G
S 18 [ N I | Ll
] ‘ N | E 5
I ‘ ~ =
12 ways ‘ i
i |
I
| i g
©
‘M Y 1 ‘
T ‘ & i
| 0 | ‘
.l |
6ways ‘ ‘ m
I I
i
i
112.5‘?12.5 — o
External door mesp- g |
Inner door mp- ?
0 ©
<t —
Code B Cc Code B C
CUB40PASMD 319 - CU128PA4 424 -
CUB80PASMD 319 - CU184PASMD 319 819
CUBBOPA4 424 - CU188PASMD 319 819
CU124PA3MD 319 - CU188PA4 424 284
CU128PA3MD 319 -
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ArTu PB Panelboard
Lifting and overhead travelling

Handling

Handling with transpallet

PA ‘B e ‘D
Dimensions (mm) (mm) (mm) (mm)
ArTu PB
Width 600mm 47 596 97 296
For greater safety during transport using a fork-lift truck, it is For switchgear with reduced depth, the following type of handling
advisable to anchor the switchgear to the truck: is recommended:
S sl Sid
"l!} « ) e
—r |
‘\f I A <
J\ I/" ® ®
il Q
" 1 " g ~>\‘ @
® ®)
+— 150/300mm —»
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In the case of structures W=1000mm (with internal or external
cable container) containing busbar systems, check the centre of
gravity before handling.

To handle using a crane or overhead travelling crane, check the

following conditions before lifting the switchgear:

- state of the ropes or chains;

- the angle between the lifting ropes and the switchgear roof must
be > 45°;

- the maximum number of columns transported is 3;

- ArTu PB maximum weight lifted as per DIN 580 (M8);

To respect the conditions described above, a lifting beam with

appropriate characteristics can be used when there are several

columns side by side.

Do not lift the Artu L
structures by
hooking the ropes to
the connection box.
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ArTu PB Panelboard
List of codes

Part gDimensions §Weights Part Dimensions  :Weights
Number :Description thxwxd [mm] :[Kg] :Page Number Description hxwxd [mm] :[Kg] Page
Panelboard . . . . 630NCT54P :4 pole neutral connection kit 400/630A i— - 10
640T1PB3MD §4OOA 6 way 3 pole T1-XT1 outgoing 160A %1250x690x240§74.9 .E.i‘[.)b'NCT64P 4 pole neutral conﬁection kit 800A - . 10 ......
400A 6 way 3 pole T3-XT3 outgoing 250A +1250+690x240:86.3 Incomer options
ESOOA 6 way 3 polé T3-XT3 outgoing 250A H %1250><690x240§87.2m 250XT33P gZSOA T3 3 pole MCCB connection kit -

§4OOA 6 way 4 pole T1-XT1 outgoing 160A

£1250¢690x204: 85.6

:400A 6 way 4 pole T3-XT3 outgoing 250A

£1450¢690x240: 99.6

%800A 6 way 4 pole T3-XT3 outgoing 250A

£1450¢690x240: 101.0

£1450¢690x240: 100

:400A 12 way 3 pole T1-XT1 outgoing 160A
:400A 12 way 3 pole T3-XT3 outgoing 250A

1 650X690X240§ 109.

:800A 12 way 3 pole T1-XT1 outgoing 160A

£1450¢690x240: 101.3

§8OOA 12 way 3 pole T3-XT3 outgoing 250A

£1650¢690x240: 111.1

§4OOA 12 way 4 pole T1-XT1 outgoing 160A

£1650¢690x240: 112.0

§4OOA 12 way 4 pole T3-XT3 outgoing 250A

£1850¢690x240: 125.9

:800A 12 way 4 pole T1-XT1 outgoing 160A :

1 650X690X240§ 1141

:800A 12 way 4 pole T3-XT3 outgoing 250A :1850¢690x240: 128.7

§4OOA 18 way 3 pole T1-XT1 outgoing 160A

£1850¢690x240: 127.6

:800A 18 way 3 pole T1-XT1 outgoing 160A

£1850x690x240:130.0

%800A 18 way 3 pole T3-XT3 outgoing 250A

:2050¢690x240: 138

:2050¢690x240: 139

“400A 18 way 4 pole T1-XT1 outgoing 160A
%800A 18 way 4 pole T1-XT1 outgoing 160A

2050x690x240§ 143,

188T3PB4 :800A 18 way 4 pole T3-XT3 outgoing 250A : 2050x690x240:145.1

Custom Panelboard

CUB4OPB3MD 6 Way 3 pole (400A Busbar) £1250x690%240: 84.1
6 Way 4 pole (800A Bushar) ” %1450x690x240§95.3m
6 Way 3 pole (BOQA Busbar) ” $12504690x240; 857

%12 Way 3 pole (400A Busbar)

:650x690x240 :104.2

12 Way 4 pole (800A Busbar)

118504690x240: 117.3

%12 Way 3 pole (800A Busbar)

£16504690x240: 105.9

4 Way 3 pole T5 outgoing 1250A

£20504690x240:

:2050x690x240; 127

%18 Way 3 pole (400A Busbar)
18 Way 3 pole (800A Busbar)

:20504690x240: 128,

CU188PB4

18 Way 4 pole (800A Busbar)

£20504690x240: 131.3

Custom Pan Assembly

CUBAOPAMD 6 Way 3 pole (400A Busbar) 1177x544x105: 17.0
"""" 6 Way 3 pole (800A Bushar) ” 41774544x105: 1 80

6 Way 4 pole (800A Bushar) H $1377x544x105: 1 90

12 Way 3 pole (400A Bushan) ” 1577x544x105; 230

12 Way 3 pole (800A Bushar) ” $1577x544x105; 20

12 Way 4 pole (800A Bushan) ” 47774544x105; %8

18 Way 3 pole (400A Bushar) ” $1977x544x105; 200

18 Way 3 pole (800A Bushar) ” 1977x544x105: 27.
CU188PA4 118 Way 4 pole (300A Busbar) 19774544¢105: 305
Direct connection kit
400DC3/4P £400A direct connection kit 3and 4 pole - 1.0
8000C3P 800A direct connection kit 3 pole i 22 0
8000C4P 800A direct connection Kit 4 pole i 26 10
P6X6DC Direct connection ihner door H — 4.8 o
P8XDC 1250A direct conﬁéction inner door - -
1250DC3P 1250A Direct connection kit 3 pole - -

Neutral connection kit

250NCT34P

4 pole neutral connection kit 250A

30
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%250A T3 4 pole MCCB connection kit

§4OOA T5 3 pole MCCB connection kit

%400A T5 4 pole MCCB connection kit

%630A T5 3 pole MCCB connection kit
%630/\ T5 4 pole MCCB connection kit

%800A T6 3 pole MCCB connection kit

%800A T6 4 pole MCCB connection kit

%1250A T7 3 pole MCCB connection kit

%XTS inner door

§T5 inner door

%TG inner door

$1250A T7 inner door

TB1 Single pole MCCB

1SDA052616R1 ~ 116A SP 16kA - T1B160

:20A SP 16KA - T1B160

25/ SP 25KA - T1B160

30ASP 25KA - T1B160

:40A SP 25KkA - T1B160

504 SP 25KA - T1B160

163A SP 25KA - T1B160

:80A SP 25KkA - T1B160

1100A SP 25kA - T1B160

{125A SP 25KA - T1B160

1SDA052626R1  :160A SP 25KA - T1B160 -
TB1 Accessories

ED00O1 SP Terminal Covers - 4 pole -
PLTIALIL3P  iSPPLUG INBASE L1 & L3 - 4 pole -
PLTI1L2P SP PLUG IN BASE L2 -4 pole -
XT1B 3 Pole

1SDAOG6799RT 16A 18KA - XT1B160 -

207 18KA - XT1B160

:25A 18KA - XT1B160

307 18KA - XT1B160

{40A 18KA - XT1B160

‘50A 18KA - XT1B160

%63A 18KA - XT1B160

80A 18KA - XT1B160

§1OOA 18KA - XT1B160

i125A 18KA - XT1B160

1SDA066809R1  :160A 18KA - Xﬁ B160

XT1B 4 Pole

1SDA066810RT  :16A 18KA - XT1B160

20A 18KkA - XT1B160

257 18KA - XT1B160

%32A 18KA - XT1B160

§4OA 18KA - XT1B160




Part Dimensions  ;Weights : Part Dimensions  :Weights
Number Description hxwxd [mm] ([Kg]  iPage Number Description hxwxd [mm] :[Kg]  :Page
1SDA066815R1  i50A 18KA - XT1B160 - 1,4 : PLT13P+PLT14PMD:XT1 Plug in base 4 Pole - - 11
1SDA0BBBT6R1  :63A 18KA - XT1B160 - 14 XTIN 3 Pole
1SDAOB68T7RT  :80A 18KA - XT1B160 - 14 1SDAOBOS3RT  63A 36KA - XTIN250 - TMD - o2
1100A 18KA - XT1B160 Z 4 1SDA0BBO54RT 80 36KA - XT3N250 - TMD - 7o
195A 18KA - XT1B160 _ G4 1SDA06BOSSRT  100A 36KA - XTAN250 - TMD - 72
1SDAOB68BBR1  160A 18KA - XT1B160 - 14 TSDAOBBOS6R1 1254 36KA - XTSN250 - TMD . LT
X103 Pole 1SDAOGBOSTRT ~160A 36KA - XT3N250 - TWD - 171
1SDA67391R1  :25A 25KA - XT1C160 - 1,1 1SDAOGBOSERT ;200 36KA - XT3N250 - TMD - 72
A 25kA - XTIGI60 - 1 1SDAOBBOSIRT  250A 36KA - XT3N250 - TMD - 47 12
{40A 25KA - XT1C160 - 1,1 XTSNAPole : :
S0A 25kA - XTIG160 - i 1SDAOGBOBORT 1634 36KA - XT3N250 - THD - 21
6ah 2568 XTICI60 - : 80A 36KA - XT3N250 - TMD - 21 1
DAOG7396R1  8OA 25KA - XTIC160 - 100 36KA - XT3N250 - TMD 3 212
DAO67397R1  :100A 25kA - XT1C160 - 1200 308 L XTINZ%0 LMD - 20
~~~~~~~~ : 1160A 36KA - XT3N250 - TMD - 2,1
1SDA0B7398R1  i125A 25KA - XT1C160 - {1908 364 /X120 -
~~~~~~~~ : {200A 36KA - XT3N250 - TMD - 2,1
1SDA067399R1  i160A 25KA - XT1C160 - : bl
: 1SDAOBBO7ORT  250A 36kA - XT3N250 - TMD - -
XT1C 4 Pole -
T XT3S 3 Pole
1SDAOB7400R1  i25A 25KA - XT1C160 - : : :
~~~~~~~~ : 1SDAOBBO7ORT ~ 250A 36KA - XT3N250 - TMD - 21 12
1SDA067401R1  i32A 25KA - XT1C160 - : Pl
........ : {63A 50KkA - XT3N250 - TMD - 1,7
1SDA0B7402R1  i40A 25KA - XT1C160 - : e
1SDAOG7403RT  50A 25kA - XT1C160 020 NS ST - b
........ £100A 50KA - XT3N250 - TMD - a7
1SDAOB7404RT  i63A 25KA - XT1C160 - : e
........ ; £125A 50KkA - XT3N250 - TMD - a7 i
1SDAOG7405R1  :80A 25KA - XT1CT - : bl
1SDAO67405 ;80 o c160 “160A 50KA - XT3N250 - TMD - 47 e
1SDAGG7406R1 ;1004 25kA - XT1CT60 - 1SDA0GB220RT  :200A 50KA - XT3N250 - TMD - a7 2
1SDAO67409R1  125A 25KA - XT1C160 - X135 4 Pole
1SDA0G7410RT _ ;160A 25KA - XT1C160 - 1SDA0BB221R1  250A 50KA - XT3N250 - TMD - 47 2
XTIN 3 Pole . 634 50KA - XT3N250 - TMD - 21 12
1SDAOB7411R1  i32A 36KA - XTIN160 - P - YR
1SDAOB7412R1  :40A 36KA - XTIN160 - " - PR
1SDAOB7413R1  :50A 36KA - XTIN160 - Conn SOk - XTSND50 - THD - 51 e
DAO67414R1  :63A 36KA - XTIN160 - 1GOA SOkA — XTaNDSD~THID z YR
80A 36kA - XTIN160 - 1SDA0B231RT  200A 50KA - XT3N250 - TMD - 21 12
§1OOA 36KA - XT1IN160 - XT3 Accessories
....... {125A 36KA - XTTN160 - 1SDA06B232RT  :250A 50KA - XT3N250 - TMD - 21 2
1SDA067418R1  i160A 36KA - XTIN160 - 1SDA0B6913RT  :Front Terminal (FC Cu) 3 Pole - 02 12
XT1N 4 Pole . . 1SDAO6GI14R1  :Front Terminal (FC Cu) 4 Pole - 02 12
1SDAOB7418RT ~ :32A 36KA - XTINT60 - 4 1SDAOBG66BRT TP High Terminal Covers (Pair) - HTC 3 Pole i~ 02 12
1SDA067420RT  :40A 36KA - XT1N160 - 14 1SDA06GB6IRT TP High Terminal Covers (Pair) - HTC 4 Pole i~ 03 12
1SDA0B7421RT ~ :50A 36KA - XTTIN160 - A PLT33P XT3 Plug in base 3 Pole - 1.1 12
15DA067422R1 §63A 36KA - XTTNT60 - 14 PLT33P-+PLT34PMDXT1 Plug in base 4 Pole - - 12
1SDA067423R1  i80A 36KA - XTIN160 - 1,4 T5N 3 Pole
1SDA67424R1 ~ 1100A 36KA - XTINT60 - 14 1SDA054317R1  :400A 36kA - TSNA0O (PR221DS) - LS/ 51 13
1SDA0B7427R1  i125A 36KA - XTIN160 - 1,4 155 3 Pole
1SDA067428R1  {160A 36KkA - XTTN160 - 14 1SDA054333R1  :400A 50KA - TSN40O (PR221DS) - LS/l 51 13
XT1 Accessories T5 3 pole Accessories
1SDA06690SR1  “Front Terminal (FC Cu) 3 Pole - 1SDA054960RT  :T5 TP High Terminal Shields (Pair) 05 13
1SDA066906R1 §Fr0m Terminal (FC Cu) 4 Pole - PLT53PTMD T5 PLUG IN BASE 33 13
1SDA066664R1 TP High Terminal Covers (Pair) - HTC 3 Pole - ;
1SDAOBBB65RT ;TP High Terminal Covers (Pair) - HTC 4 Pole 03 11
PLT13P XT1 Plug in base 3 Pole - 09 M
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List of codes

Part Dimensions  :Weights Part Dimensions  :Weights
Number Description hxwxd [mm] :[Kg] Page Number Description hxwxd [mm] :[Kg] Page
Enclosure accessories PLRCDT2 ;Dummy Base For T2 with RCD = ;1,3 15
200EXMOD 200 mm High top & bottom extension box ~ :200x690x240 12,5 14 PLRCDT3 éDummy Base For T3 with RCD - 1 3 5
D=240mm . . Accessories
MI1200 %Side Extension Box Uprights 1250mm ) %1250mm 33 ' 6MBT11P %Six mounting brackets for T1 single pole _ 1 0
MI1600 :Side Extension Box Uprights 1650mm . £1650mm 45 ' AD1086 “Covers for doors holes RAL 7035 - 35
MI2000 :Side Extension Box Uprights 2050mm :2050mm 5,6 AKINEMD ‘Neutral/earth bar additional kit - a3
PC1202 %Side Extension Box Front Door 1250mm i %1250mm 72 AL2000 %Wall fixing brackets - 01
PC1602 %Side Extension Box Front Door 1650mm . %1650mm 95 AN1250 %Neutral bar extention kit - 1250A -
PC2002 :Side Extension Box Front Door 2050mm . :2050mm ;11,8' EXINEMD %Neutral/eanh bar extention kit - 03
PV1200 %Glazed Door 1200mm ) %1200h X 690w %12,3' MODTH T1 Busbar Shroud 10pcs _ 01
PV1600 %Glazed Door 1600mm . %1600h X 690w %16,3' MODT2 T2 Busbar Shroud 10pcs - L
PV2000 %Glazed Door 2000mm ) %2000h X 690w %20,3' ...... MODT3 T3 Busbar Shroud 10pcs _
RC0000 %Top/Bortom exttension modules ) %385x890x240 L SHB30 %Busbar Shroud 630mm Long 3 ps 630mm
RC1000 %Top/Bottom exttension modules ) %385)(690)(240 %14,4' ...... SPARE1 ESpares Kit _
RC2000 i Top/Bottom exttension modules ) :385x390x240 ;10,2' ...... Panelboard interiors
VC1200 gSide Extension Box Cable Container (only for §1250mm §11,48 640T1PU3 400A 6 way Busbar system for 6 positions
:640T1PB4 D=204mm) ) ; i max of T1 3P
VC1600 %Side Extension Box Cable Container . %1650mm %14,7' ...... 640T2PU3 400A 6 way Busbar system for 6 postions -
VC2000 :Side Extension Box Cable Cotainer :2050mm 7,7 imax of T2 3P
ZL1000 §Four Comer Feet 100mm High For Main i~ 25 ' 640T3PU3 400A 6 way Busbar system for 6 positions ”
:Structure : imax of T3 3P :
711001 %Finishing Profile For Above Plinth - 680T3PU3 EBOOA 6 way Busbar system for 6 positions 7
212001 ‘Finishing Profile For Side Extension Box max of T3 3P .
213000 “Two Feet 100mm High For Side Extension Box . — 1040T1PUS ;‘n‘;‘iAo ;%"V;F{ Busbar system for 10 positons
New cable container: and with side by side kit : 1040T2PU3 %400A 10 way Busbar system for 10 position'éé
VC1206MD :Metering cable container 6way :1200mm ‘max of T2 3P
VC1612MD %Metefmg cable container 12way ) %1600mm 1040T3PU3 1400A 10 way Busbar system for 10 position'ég
VC2018MD i Metering cable container 18way i2000mm imax of T3 3P
Covers 1060T1PU3 600A 10 way Busbar system for 10 position'é
AD1087 1 1250A T4/5 cover blanks - max of T1 3P .
AD1082 Neutral shroud 250-800A - pair - ) 1060T2PU3 ﬁgii;?zwig Busbar system for 10 positions
AD1084 Neutra shroud 12504 - pair - : 1080T3PU3 800A 10 way Bushar system for 10 positions
AD2079 {UN-used meter cover - - max of T3 3P
Aluminium Flange UL Series - Plug in Device
ALF0600 Aluminuim flange 250-800A - - 4o PLT11L1AL3T T1 single pole “L1” or “L3" Width 25.4mm 08
ALF0800 Aluminuim flange 1250A - - 4 PLTI1L2T T1 single pole “L2" Width 25.4mm - 0
Plug In devices PLT13PT “T1 three pole Width 76.2mm o0
PLT11L1/L3P T1 Single Pole L1 & L3 plug in base - PLT23PT T2 three pole Width 90mm 1 0
PLT11L2P 1 Single Pole L2 plug in base - PLT33PT T3 three pole Width 105mm 10
PLT13P T1 Three Pole plug in base - PLT43PT T4 three pole Width 105mm 13
PLT14PMD IXT1 4 pole “N” plug in base - PLT53PT 75 three pole Width 139.5mm 33
PLT23P T2 Three Pole plug in base - . .
PLT24P T2 4 pole “N” plug in base -
PLT24PMD T2 Four Pole “N” plug in base -
PLT33P T3 Three Pole plug in base -
PLT34PMD XT3 4 pole “N” plug in base -
PLT43PT T4 Plug in device -
PLT53PTMD T5 3p plug in base -
PLRCDT1 %Dummy Base For T1 with RCD -
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