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MAIN BUSBAR IP30 / IP31 : 1000A (1x40x10) ;  1250A (1x50x10)
SPEP P = 700mmBUSBARS HOLDER PBHB1125 (50mm)

PHASE POS A B C P
H MAIN BUSBAR
40 50

L3 1 L3.1 170.6 309.25 - 50 45
2 L3.2 150.6 289.25 - 50 45

L2 1 L2.1 245.6 309.25 - 50 45
2 L2.2 225.6 289.25 - 50 45

L1 1 L1.1 320.6 309.25 260 50 45
2 L1.2 300.6 289.25 260 50 45

N 1 N.1 395.6 309.25 260 50 45
2 N.2 375.6 289.25 260 50 45

PHASE POS A B C P
L3 1 L3.1 180.6 267.75 - -

2 L3.2 160.6 247.75 - -
L2 1 L2.1 255.6 267.75 - -

2 L2.2 235.6 247.75 - -
L1 1 L1.1 330.6 267.75 270 -

2 L1.2 310.6 247.75 270 -
N 1 N.1 405.6 267.75 270 -

2 N.2 385.6 247.75 270 -
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SPEP P = 700mmBUSBARS HOLDER PBHB1125 (50mm)

CONNECTIONS FOR E1.2 WITHDRAWABLE 1000A/1250A(COUPLER COLUMN)Icw > 36KA
MAIN BUSBAR IP30 / IP31 : 1000A (1x40x10) ; 1250A (1x50x10)

PHASE POS D E
L3 1 L3.1 85 125

2 L3.2 85 105
L2 1 L2.1 - 125

2 L2.2 - 105
L1 1 L1.1 85 125

2 L1.2 85 105
N 1 N.1 160 125

2 N.2 160 105

A B C P
H MAIN BUSBAR
40 50

L3.1 170.6 309.25 124.25 50 45
L3.2 150.6 289.25 144.25 50 45
L2.1 170.6 309.25 - 50 45
L2.2 150.6 289.25 - 50 45
L1.1 170.6 309.25 144.25 50 45
L1.2 150.6 289.25 124.25 50 45
N.1 170.6 309.25 144.25 50 45
N.2 150.6 289.25 124.25 50 45

A B C P
L3.1 160.6 267.75 74.25 -
L3.2 140.6 247.75 94.25 -
L2.1 160.6 267.75 - -
L2.2 140.6 247.75 - -
L1.1 160.6 267.75 94.25 -
L1.2 140.6 247.75 74.25 -
N.1 160.6 267.75 94.25 -
N.2 140.6 247.75 74.25 -
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CONNECTION BUSBAR  2x50x10xP + 1x50x10xN

H MAINBUSBARS
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MAIN BUSBAR WITH N 50% IP30 / IP31 : 1000A (1x40x10) ; 1250A (1x50x10)
SPEP P = 700mmBUSBARS HOLDER PBHB1125 (50mm)

PHASE POS A B C P
H MAIN BUSBAR
40 50

L3 1 L3.1 170.6 309.25 - 50 45
2 L3.2 150.6 289.25 - 50 45

L2 1 L2.1 245.6 309.25 - 50 45
2 L2.2 225.6 289.25 - 50 45

L1 1 L1.1 320.6 309.25 260 50 45
2 L1.2 300.6 289.25 260 50 45

N 1 - - - - - -
2 N.2 373.1 289.25 260 50 45

PHASE POS A B C P
L3 1 L3.1 180.6 267.75 - -

2 L3.2 160.6 247.75 - -
L2 1 L2.1 255.6 267.75 - -

2 L2.2 235.6 247.75 - -
L1 1 L1.1 330.6 267.75 270 -

2 L1.2 310.6 247.75 270 -
N 1 - - - - -

2 N.2 363.1 247.75 270 -
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SPEP P = 700mmBUSBARS HOLDER PBHB1125 (50mm)
MAIN BUSBAR WITH N 50% IP30 / IP31 : 1000A (1x40x10) ; 1250A (1x50x10)

A B C P
H MAIN BUSBAR
40 50

L3.1 170.6 309.25 124.25 50 45
L3.2 150.6 289.25 144.25 50 45
L2.1 170.6 309.25 - 50 45
L2.2 150.6 289.25 - 50 45
L1.1 170.6 309.25 144.25 50 45
L1.2 150.6 289.25 124.25 50 45

- - - - - -
N.2 170.6 289.25 124.25 50 45

PHASE POS D E
L3 1 L3.1 85 125

2 L3.2 85 105
L2 1 L2.1 - 125

2 L2.2 - 105
L1 1 L1.1 85 125

2 L1.2 85 105
N 1 - - -

2 N.2 137.5 105

A B C P
L3.1 160.6 267.75 74.25 -
L3.2 140.6 247.75 94.25 -
L2.1 160.6 267.75 - -
L2.2 140.6 247.75 - -
L1.1 160.6 267.75 94.25 -
L1.2 140.6 247.75 74.25 -

- - - - -
N.2 160.6 247.75 74.25 -
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801 mm

142.00

863877DIFFERENT TYPES OF SUPPORT

DIVERSI TIPI DI ANCORAGGIO

BOM  36<Icw<=50KA
POS DESCRIPTION
1 HEX CAP SCREWS M10x16 - 8.8(VITE TESTA ESAGONALE M10x16 - 8.8)
2 FLAT WASHER M10(RONDELLA PIANA M10)
3 SPRING LOCK WASHER M10(ROSETTA ELASTICA GROWER M10)
4 BRACKET FOR INSULATOR(STAFFA ISOLATORI)
5 INSULATOR H40 M10(ISOLATORI  H40 M10)
6 CUPPER SPACER H10mm(SPESSORE IN RAME H10mm)
7 CONICAL SPRING WASHER M10(ROSETTE ELASTICHE CONICHE M10)
8 HEX CAP SCREWS M10x__ - 8.8(VITE TESTA ESAGONALE M10x__ - 8.8)
9 GPO3 PROFILE
10 NUT M10 - DADO M10

Vista isometricaScala:  1:8

HOLDER FOR50<Icw<=75KA

BOM  50<Icw<=75KA
POS DESCRIPTION
1 HEX CAP SCREWS M10x16 - 8.8(VITE TESTA ESAGONALE M10x16 - 8.8)
2 FLAT WASHER M10(RONDELLA PIANA M10)
3 SPRING LOCK WASHER M10(ROSETTA ELASTICA GROWER M10)
4 BRACKET FOR INSULATOR(STAFFA ISOLATORI)
5 INSULATOR H40 M10(ISOLATORI  H40 M10)
6 CUPPER SPACER H10mm(SPESSORE IN RAME H10mm)
7 CONICAL SPRING WASHER M10(ROSETTE ELASTICHE CONICHE M10)
8 HEX CAP SCREWS M10x__ - 8.8(VITE TESTA ESAGONALE M10x__ - 8.8)
9 GPO3 PROFILE

Vista isometricaScala:  1:8

HOLDER FORIcw >75KA

BOM  Icw>75KA
POS DESCRIPTION
1 HEX CAP SCREWS M10x16 - 8.8(VITE TESTA ESAGONALE M10x16 - 8.8)
2 FLAT WASHER M10(RONDELLA PIANA M10)
3 SPRING LOCK WASHER M10(ROSETTA ELASTICA GROWER M10)
4 BRACKET FOR INSULATOR(STAFFA ISOLATORI)
5 INSULATOR H40 M10(ISOLATORI  H40 M10)
6 CUPPER SPACER H10mm(SPESSORE IN RAME H10mm)
7 CONICAL SPRING WASHER M10(ROSETTE ELASTICHE CONICHE M10)
8 HEX CAP SCREWS M10x__ - 8.8(VITE TESTA ESAGONALE M10x__ - 8.8)
9 GPO3 PROFILE
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HOLDER FOR36<Icw<=50KA
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