BD Disconnect switches
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18 - Disconnect switches

Non-fusible disconnect switches ........cccccevvvirinnnnn 18.1 - 18.18 3 pole, 16 - 3150A 18.45
Accessories for double throw switches 18.17 3 pole, 16 - 3150A 18.44
Base & DIN rail mounted, 16 - 3150A 18.5 3 pole, 30 - 800A 18.53
Cable operated flange, 30 - 200A 18.14 4 pole, 16 - 3150A..... 18.47
Desctiption 18.1 6 Pole, mechanically interlocked, 30 - 800A 18.55
Door mounted switches, 16 - 100A 18.11 6 pole, 16 - 1200A 18.48
Double throw switches, 16 - 600A 18.15 Descrlpt!on : - 18.37
Handles & shafts for double throw switches 18.16 General information, fusible, 30 - 800A 18.43
OT800 - 1200A, New product coming soon! 18.18 General information, non-fusible, 16 - 3150A 18.42
Selection guide, OT16F3 - OT160E3 18.2 Mechanically interlocked, 6 pole, 30 - 800A 18.55
Selection guide, OT200-600, OETL--NF800A-3150 18.3 e0T Enclosed switches _ _ 18.38
Selection information 18.4 eOT Enclosed switches, non-fusible, fusible & lockable 18.41
Shaft operated flange, 30 - 100A 18.13 Accessories
Special configurations 18.16,18.17 Auxiliary contacts - 18.52, 18.56
Special configurations, 16 - 600A 18.15 ~ Miscellaneous accessories 18.52, 18.56
Special configurations, 30 - 100A 18.13 Dimensions
Special configurations, 30 - 200A 18.14 e0T16 - eOT45U 18.39
Standard handles & shafts 18.6,18.7 e0T63_ 18.40
Standard non-fusible accessories 18.10, 18.8, 18.9
Standard non-fusible accessories for door mounted switches...........ccccccciviiciininnee 18.12 P P o 18.57 - 18.74

Auxiliary contact timing diagrams, 0S200 - OES800 18.70

Fusible disconnect switches.......ccccceerrrrrririnrnnnns 18.19 - 18.36 Auxiliary contact timing diagrams, 0S30_ - 0S100 18.69

Selection Auxiliary contact timing diagrams, OT16 - OT100 18.67
BS fuse pattern, 20 - 800A 18.32 Auxiliary contact timing diagrams, OT160 - OETL-NF3150 .......ccccecerueineiininirienieens 18.68
Base & DIN rail mounted, 30 - 800A 18.22 Definitions . 18.74
Cable operated flange, 30 - 200A 18.29 IEC Environmental ratings 18.73
DIN fuse pattern, 32 - 800A 18.33 NEMA Environmental ratings 18.72
High speed fuse pattern 18.30, 18.31 OS30AF_12 - OES800L3, IEC 18.65, 18.66
NFC fuse pattern, 63 - 125A 18.34 OS30AF_12 - OES800L3, UL & CSA 18.64
0S800, New product coming soon! 18.35 OT16F3 - OT160E3, IEC 18.60, 18.62
Other configurations 18.30, 18.31 OT16F3 - OT160E3, UL & CSA 18.58
Other configurations, 20 - 800A 18.32 0T200U03 - OETL-NF3150, IEC 18.61, 18.63
Other configurations, 32 - 800A 18.33 OT200U03 - OETL-NF3150, UL & CSA 18.59
Other configurations, 63 - 125A 18.34 Other configuration descriptions 18.71
Selection guide, OS30AFCC12 - OES800L3 18.20 Selecting switches per NEC 18.57
Selection information 18.21 Use of UL98 & UL508 disconnect 18.57
Shaft operated flange, 30 - 100A 18.28
Special configurations, 30 - 100A 18.28,1829  Dimensions (Non-Fusible & Fusible) ......ccuimiunnaas 18.75 - 18.98
Special type fuses 18.30 16A - 3150A, 2, 3 & 4 Pole 18.97
Description 18.19, 18.23, 18.24 30 - 800A, 2, 3 & 4 Pole 18.96

Accessories Conversion mechanisms, 125 - 200A 18.91
Accessories for base & DIN rail mounted sWitChes..........cccoevceervereenne 18.25, 18.26, 18.27 Conversion mechanisms, 16 - 100A 18.90
Additional poles 18.26 Conversion mechanisms, 400 - 1200A 18.92
Auxiliary contact 18.25 Conversion mechanisms, 400 - 3150A 18.93
Fuse carriers/covers 18.26 Handles 18.94, 18.95
Fuse monitors 18.26 OES800L3 18.87, 18.89
Locking accessories 18.27 OETL-NF1200 - OETL - NF1600 18.82
Replacement parts 18.27 OETL-NF2000 - OETL-NF3150 18.83
Shaft accessorie 18.27 0S100J03 - 0S200J03 18.85
Shorting bars 18.27 OS30AF_12 - 0S60J_12 18.84
Standard fusible accessorie: 18.25, 18.26, 18.27 0S400J03 - 0S600J03 18.86
T type fuse adaptor kit 18.27 OT16 - OT100F3G, Double throw 18.78
Terminal lugs 18.25 OT160E3 & OT160ET3 18.79
Terminal shrouds 18.26 OT16F3 - OT100F3 18.75

Enclosed disconnect switches ...18.37 - 18.56 OT16F6 - OT100F6, 6 pole 18.77

Selection OT16FT3 - OT100FT3, Door mounted 18.76
2 &4 Pole, 30 - 800A 18.54 0T200_ - OT400_ 18.80
2 pole, 125 - 3150A, 18.46 OT600U03 - OETL-NF800A 18.81
3 pole bypass, 16 - 1200A 18.50 Terminal lugs 18.88
3 pole double throw, 16 - 1200A 18.49
3 pole mechanically interlocked, 16 - 1200A 18.51

Low Voltage Products & Systems 18.A
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P Non-fusible disconnect switches

A i
PAIPED 16A - 3150A, 600V

t switches

ISCONNnecC

ABB SwitchLine includes 16 different amperage sizes from 16A to 3150A.
The basic construction provides flexibility, safety, and high performance in an
extremely compact size. ABB SwitchLine is a perfect choice for all switching
applications from industrial motor control to construction safety switches.

International acceptance

UL listed, CSA approved, IEC rated, CE marked, and most other international
standards.

UL98 (CSA 22.2 No.4) — UL File # E101914, CSA File #LR58077

For OT30, OT60, OT100, OT125, OT200, OT400, OT600,

OETL-NF800 — OETL-NF2000 switches, OH_ pistol grip handles

Suitable for use as motor disconnects or industrial control panel disconnects on
service entrance equipment, panelboards, switchboards, industrial control equipment,
motor control centers, etc. and are horsepower rated and ampere rated.

UL508 (CSA 22.2 No. 14) — UL File # E63822, CSA File #LR58247

For OT16 — OT80 switches, OH_ selector handles

Suitable for use in equipment or machinery as motor controllers & motor disconnects
and are horsepower and ampere rated.

IEC

Tested in accordance to IEC 947-1 and 3, IEC 664, IEC 269, and IEC 204

CE
Compliance with the European Machine Directive IEC 204 (EN 60204)
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General information
Selection guide
OT16F3 — OT160E3

OT16F3 OT25F3 OT40F3 OT63F3 OT80F3 OT30F3 OT60F3 OT100F3
Catalog number 3 pole OT16F3 OT25F3 OT40F3 OT63F3 OT80F3 OT30F3 OT60F3 OT100F3
General purpose A 1 6 25 40 60 80 30 60 1 00
amp rating
Approvals ©
2 pole N/A N/A N/A N/A N/A N/A N/A N/A
3 pole UL508 UL508 UL508 UL508 UL508 uL98 uL98 uLe8
4 pole UL508 UL508 UL508 UL508 UL508 uUL98 uL98 uLo8
Technical ratings - UL,CSA @
Max operating voltage \ 600 600 600 600 600 600 600 600
Max horsepower rating
Three phase
240V HP 5 7.5 10 15 20 10 20 30
480V HP 10 15 20 30 40 20 40 50
600V HP 10 20 25 30 40 30 40 50
Single phase
120V HP 1 1.5 2 2 2 2 3 5
240V HP 2 3 5 5 5 5 7.5 15
Technical ratings - IEC®
Rated insulation and operational
voltage. AC20 and DC20 \ 750 750 750 750 750 750 750 750
Rated thermal current, |,
AC 20/DC 20 open A 25 32 40 63 80 40 63 115
AC 20/DC 20 enclosed A 25 32 40 63 80 40 63 115
AC 21A <500V A 16 25 32 63 80 40 63 100
<690V A 16 25 32 63 80 40 63 100
Rated operational power AC23
400/415V kW 7.5 9 11 22 37 15 18.5 37
690V kW 7.5 9 11 15 18.5 15 15 37
Physical characteristics
Weight ® 3 pole b 0.24 0.24 0.24 0.59 0.59 0.79 0.79 0.79
Dimension 3pole H in 2.68 2.68 2.68 3.60 3.60 3.94 3.94 3.94
W in 1.38 1.38 1.38 2.07 2.07 2.76 2.76 2.76
D in 2.20 2.20 2.20 2.85 2.85 2.95 2.95 2.95
Accessories
Terminal lug kit Integral Integral Integral Integral Integral Integral Integral Integral
Terminal shroud O i O i O A O i
Auxiliary contact . . . . . . . .
Shaft/handle diameter 6mm 6mm 6mm 6mm 6mm Bmm 6mm 6mm
24" x .24" 24" x .24" 24" x .24" 24" x .24" 24" x 24" 24" x .24" 24" x .24" 24" x .24"
Handle UL/NEMA type
Type 1, 3R, 12 3 3 03 3 ° ° 03 3
Type 1, 3R, 4, 4X, 12 (] L] (] . L] L] (] L]
Handle type
Selector O A © . © - = —
Pistol L] L] L] L] L] L] L] L]
Recommended pistol handle length 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm
Maximum recommended shaft length 290mm 290mm 290mm 290mm 290mm 290mm 290mm 290mm
Conversion kits
6 pole ° ° ° ° . ° ° °
Transfer . . . . ° . . °
Bypass o . o ° . ° ° o
Mechanical interlock L] L] ] . . . . L]

Electrical interlock

* = Available
— = Not available

® UL listed switches are also CSA approved.

@ For complete technical information please see page 18.38 — 18.70.

® Switch only.
18.2 Low Voltage Products & Systems
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General information
Selection guide
OT200 - OT600 & OETL-NF800A — OETL-NF3150

» i
2
i
i
OT200U03 OT400U03 OT600U03 OETL-NF800ASW OETLNF1200SW OETL-NF1600SW OETL-NF2000SW OETL-NF3150SW
Catalog number 3 pole 0T200U03 0T400U03 0OT600U03 OETL-NF800A OETL-NF1200 OETL-NF1600 OETL-NF2000 OETL-NF3150
General purpose A 200 400 600 800 1200 1600 2000 3150
amp rating
Approvals @
2 pole N/A N/A UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC IEC
3 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC IEC
4 pole UL98 & IEC UL98 & IEC UL98 & IEC IEC IEC IEC IEC IEC
Technical ratings - UL,CSA @
Max operating voltage Vv 600 600 600 600 600 600 480 600
Max horsepower rating
Three phase
240V HP 75 125 200 250 - - - -
480V HP 150 250 450 500 — — — —
600V HP 200 350 500 600 — — — —
Single phase
120V HP - - — - — - — -
240V HP - - - - - - - -
Technical ratings - |[EC @
Rated insulation and operational
voltage. AC20 and DC20 \ 1000 1000 1000 1000 1000 1000 1000 1000
Rated thermal current, |,
AC 20/DC 20 open A 250 400 800 1250 1600 2500 2500 3150
AC 20/DC 20 enclosed A 250 400 800 1250 1600 2300 2300 2600
AC 21A <500V A 250 400 800 1250 1600 2500® 2500® 3150@
<690V A 250 400 800 1250 1600 2500® 2500@ 3150@
Rated operational power AC23
400/415V kW 132 220 400 400 400 400 400 400
690V kW 240 355 800 - - - - -
Physical characteristics
Weight ® 3 pole Ib 2.9 5.7 1.4 35.9 38.55 127.7 127.7 127.7
Dimension 3 pole H in 6.69 8.66 10 19.09 19.09 25.04 25.04 25.04
W in 6.67 8.7 10.64 14.29 14.29 18.43 18.43 18.43
D in 3.30 3.35 5.56 4.92 4.92 10.67 10.67 10.67
Accessories
Terminal lug kit OZXA-200 OZXA-400 OZXA-800 OZXA-30 OZXA-28 OZXA-28 OZXA-28/2 OZXA-28/2
Terminal shroud L4 o d o i — - —
Auxiliary contact . . . . . . o .
Shaft/handle diameter 6mm 12mm 12mm 12mm 12mm 12mm 12mm 12mm
24" x .24" AT" x AT" AT7" x .4T" AT" x AT" AT" x .AT" AT" x AT" AT" x .AT" AT7" x 47"
Handle UL/NEMA type
Type 1, 3R, 12 . ° ° ° ° . . °
Type 1, 3R, 4, 4X, 12 L] L] . (] . (] L] (]
Handle type
Selector - — — — — — — —
Pistol L] L] L] L] L] L] L] L]
Recommended pistol handle length 65 - 80mm 125 - 175mm 125 - 175mm 125 - 175mm 125 - 175mm 125 - 175mm 125 - 175mm 125 - 175mm
Maximum recommended shaft length 290mm 595mm 595mm 595mm 595mm 595mm 595mm 595mm
Conversion kits
6 pole . . . . . = — =
Transfer L] . . . . = — —
Bypass L] . ) . . = — —
Mechanical interlock . . . . . . o .
Electrical interlock . . . . . . ) .
S = Standard feature
* = Available
— = Not available
@ UL listed switches are also CSA approved.
@ For complete technical information please see page 18.38 — 18.70.
® Switch only
@ |EC 947-3 Utilization Category B, Infrequent operation
Low Voltage Products & Systems 18.3
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Selection information

Standard part number designation ®

Non-Fusible OT Switches (16 to 125A)
OT 16 F3C

T | Amperage

16 = 16 amps*
25 =25 amps*
40 = 40 amps*

| Number of Poles
l3=3 poles

Special Configuration
C = Double throw switch

63 = 60 amps™
80 = 80 amps*
30 =30 amps

4 =4 poles

60 = 60 amps
100 = 100 amps
160 = 125 amps

6 =6 poles

* UL508 listed switches. OT30_, OT60_, OT100_, and OT160_ are cUL98 listed

Non-Fusible OT Switches (200A and above)

OT 200U 03 C
T

| Amperage
| 200 = 200 amps

02 = 2 poles to right of mechanism
‘ 083 = 3 poles to right of mechanism

30 = 3 poles to left of mechanism

Special Configuration
C = Double throw switch

400 = 400 amps

12 =1 pole to left, 2 poles to right of mechanism

600 = 600 amps

Number of Poles & Placement of Mechanism

04 = 4 poles to right of mechanism

40 = 4 poles to left of mechanism

22 =2 poles to left, 2 poles to right of mechanism
13 =1 pole to left, 3 poles to right of mechanism

All OT200_, 400_, and 600_ switches are cUL98 listed.

Selector Handles

OHBS1PH
T

| Handle Color
| B =black Y = Red/Yellow

{ Physical Size

| Connection to Switch
| A = external shaft

Pistol Handles

OHB 65 J 6 EO

T | Handle Color
| B = Black

| Handle Length
65=65mm 80 =80mm

| e
[

| Environmental Rating
ly=1,3R 12 L=1,3R, 12,4, 4X

| Shaft Diameter
6 =6mm 12 =12mm

® Part designation keys are provided for reference only. Not all variations or configurations are available.

18.4

P =snap on

Protection Class
H=1 J=1,3R, 12

125 =125mm

Special Configuration
EO011 = 3 position double throw handle

R = screw

Y = Red/Yellow M = Stainless Steel

145 = 145m

175 =175mm 275 =275mm

Low Voltage Products & Systems
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Base & DIN rail mounted @ 20,
16A - 3150A g des L
S‘/b/@

For a complete assembly,
please select one of each:

1 switch (pg. 18.5)
1 handle (pg. 18.6)
1 shaft (pg. 18.7)

1 terminal lug kit (pg. 18.9)

(Lug kits only necessary on switches 200A and above)

0OT200U03 + OXP6X210 + OHB80J6 + OZXA-200
2 Pole 3 Pole 4 Pole @ 6 Pole ©
uL | Ybgeneral | eg acoy
purpose N Catalog number List price Catalog number List price Catalog number List price Catalog number List price
only ) amp rating
amp rating
20 16 = - OT16F3 $66 = - OT16F6 $192
30 25 = - OT25F3 72 = - OT25F6 204
UL 508 40 40 = - OT40F3 76 = - OT40F6 212
60 63 = - OT63F3 100 = - OT63F6 260
80 80 = - OT80F3 120 = - OT80F6 300
30 40 = = OT30F3 150 = = OT30F6 360
60 63 = = OT60F3 175 = = OT60F6 410
100 115 = = OT100F3 200 = = OT100F6 460
OT200U03 620 OT200U04 $ 780 = -
200 -;250 0OT200U02 $560 | OT200U30 620 OT200U40 780 = -
OT200U12 620 OT200U22 780 = -
OT400U03 1,420 OT400U04 1,800 = =
400 630 OT400U02 1,280 | OT400U30 1,420 OT400U40 1,800 = =
UL 98 OT400U12 1,420 OT400U22 1,800 — -
OT600U03 2,200 OT600U04 2,800 = -
600 800 0OT600U02 2,000 | OT600U30 2,200 OT600U40 2,800 = -
OT600U12 2,200 OT600U22 2,800 = -
800 1250 OETL-NF800A2SW 2,600 | OETL-NF800ASW 4,200 OETL-NF800A4SW 5,200 = -
1200 1600 OETL-NF12002SW 6,200 | OETL-NF1200SW 6,800 OETL-NF12004SW 8,600 = -
1600 2500 ® OETL-NF16002SW 14,800 | OETL-NF1600SW 16,400 OETL-NF16004SW 20,500 = -
2000 2500 @ OETL-NF20002SW 15,500 | OETL-NF2000SW 17,200 OETL-NF20004SW 21,500 = -
- 3150 @ OETL-NF31502SW 17,000 | OETL-NF3150SW 18,900 OETL-NF31504SW 23,600 = -
Bulk packed 3 Pole, 600V Switches
uL |[Vhgenerallec acos | Buik pack e
only purpose amp rating | Quantity Catalog number | List price
amp rating
20 16 50 OT16F3/B
30 25 50 OT25F3/B Consult
UL508 40 40 50 OT40F3/B factory
60 63 50 OT63F3/B
80 80 50 OT80F3/B
30 40 25 OT30F3/B Consult
uL98 60 63 25 OT60F3/B facto
100 115 25 OT100F3/B o
® Above 125A, base mount with screws only.
@ A snap on fourth pole may be added on 16-125A switches. Reference pg. 18.9.
® For a 6 or 8 pole switch 200 amp and above, a conversion mechanism accessory kit can be used with two 3 or 4 pole switches. Reference pg. 18.10.
@ Vertical busbar provided as standard on OETL-NF1600-OETL-NF3150 switches. For alternate back or edgewise mounting busbar, reference pg. 18.10.
Low Voltage Products & Systems Discount schedule H1 [D1]: NF 16A - 100A 18.5

Discount schedule H2 [D2]: NF 125A — 800A

Discount schedule H3 [D3]: NF 1200A - 3150A 18XU000023C0202
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Standard handles & shafts ®®

& 6

OHBS2AJ1 OHB__J6 OHY__J6 YASDA-8 OHM125L12
Recommended handles & shafts
K K Recommended standard pistol Maximum recommended
Switch Shaft diameter handle length shaft length
OT16 - 100 6x6 mm - .24 x .24" 45 - 65 mm 290 mm
OT160 - 200 6x6 mm - .24 x .24" 65 - 80 mm 290 mm
OT400 - 600 12x12 mm - .47 x 47" 125 - 175 mm 595 mm
OETL-NF800 - 3150 12x12 mm - .47 x 47" 125 - 175 mm 595 mm
Selector handles — for use with .24 x .24" (6mm) OXS6X_shafts
UL/NEMA Type IEC type Color Marking Defeatable Padlockable | Weight (Ibs) Catalog number List price
— 0.09 OHBS1AH1 ® $22
1 IP54 Black O/1 & Off/On Yes 012 OHBS3AH1 ® 24
- Yes 0.16 OHBS2AJ1 28
1,3R, 12 IP65 Black O/1 & Off/On Yes Yes 016 OHBS2AJ 30
Pistol handles — for use with .24 x .24" (6mm) OXP6X_ shafts
UL/NEMA Type IEC type| Color Marking Length in/mm Defeatable Padlockable | Weight (Ibs) [ Catalog number List price
2.6/65 Yes Yes 0.29 OHB65J6 $80
1. 3R, 12 P65 Black /18 Off/On 3.1/80 Yes Yes 030 | OHB80J6 90
2.6/65 Yes Yes 0.29 OHB65L6 120
1,3R, 12, 4, 4X 1P66 Black O/ & Off/On 3.1/80 Yes Yes 0.30 OHB8OL6 130
1,3R, 12, 4, 4X 1P66 316L Stainless steel QO/1 & Off/On 2.6/65 Yes Yes 1.60 OHM65L6 750
1,3R, 12 IP65 | Black w/ 316 stainless hasp 0O/l & Off/On 2.6/65 Yes Yes 0.31 OHB65J6EH 250
1,3R, 12, 4, 4X IP66 | Black w/ 316 stainless hasp O/1 & Off/On 2.6/65 Yes Yes 0.31 OHB65L6EH 290
Pistol handles — for use with .47 x .47" (12mm) OXP12X_ shafts
UL/NEMA Type |IEC type| Color Marking Length in/mm Defeatable Padlockable | Weight (Ibs) Catalog number List price
4.9/125 Yes Yes 0.39 OHB125J12 $90
1,3R, 12 IP65 Black O/1 & Off/On 5.7/145 Yes Yes 0.39 OHB145J12 920
6.9/175 Yes Yes 0.41 OHB175J12 100
4.9/125 Yes Yes 0.39 OHB125L12 130
1,3R, 12, 4, 4X 1P66 Black O/1 & Off/On 5.7/145 Yes Yes 0.39 OHB145L12 130
6.9/175 Yes Yes 0.41 OHB175L12 140
1,3R, 12, 4, 4X IP66 Metal Off/On 8.7/220 - Yes 1.50 YASDA-8 190
4.9/125 Yes Yes 1.70 OHM125L12 900
1, 3R, 12, 4, 4X IP66 316L Stainless steel O/1 & Off/On 6.9/175 Yes Yes 1.80 OHM175L12 1,100
275 Yes Yes 2.10 OHM275L12 1,200
. 4.9/125 Yes Yes 0.44 OHB125J12EH 280
1,3R, 12 IP65 | Black w/ 316 stainless hasp O/1 & Off/On 6.9/175 Yes Yes 0.46 OHB175J12EH 330
. 4.9/125 Yes Yes 0.44 OHB125L12EH 330
1, 3R, 12, 4, 4X IP66 | Black w/ 316 stainless hasp O/l & Off/On 6.9/175 Yes Yes 0.46 OHB175L12EH 390
Direct mount handle
Description For use on Color Padlockable Weight Catalog number List price
Mounts directly on switch. ggg:gg Black Yes 0.05 OHBS12 ® $17
No shaft necessary OT30-100 OHBS2 ®
Mounts directly on switch. 0T160 Black Yes 0.05 OHB13 22
No shaft necessary
. . 0T200 Black Yes 0.22 OTV250EK 105
Up to 3 padiocks in OFF-position, 0OT400 Black Yes 0.44 OTV400EK 130
0OT600 Black Yes 0.66 OTV800EK 155
Mounts on shaft OT400-OETL NF800 Metal No 0.78 YASDA-33 155
OETL-NF1200-OETL-NF3150 Metal No 0.80 YASDA-34 180

® Red/Yellow handles are available by substituting the OHB prefix with OHY.

@ All handles are plastic unless otherwise noted as metal or stainless steel.

® Not recommended for use on OT30-100.

@ Suitable for 3 & 4 pole versions only. Not for use with 6 or 8 pole or double throw configurations.

18.6
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Standard handles & shafts @foo,,

OX6X_
OXS6X__ OXP12X_

Shafts for use with selector handles - .24 x .24" (6x6 mm)

Maximum Mounting Depth (inches) ©®
Shaft length (in/mm) OT30F3,
OT16F3, OT25F3, OT40F3 OT63F3, OT80F3 OT60F3, Weigh Catalog List
OT100F3 eight number price
OH_1_&OH_3_ OH_2_ OH_1_&OH_3_ OH_2_ OH_2_
3.3/85 5.0 4.3 5.6 5.0 5.0 0.07 OXS6X85 $4
4.1/105 5.8 5.1 6.4 5.8 5.8 0.07 OXS6X105 4
4.7/120 6.4 5.8 7.0 6.4 6.4 0.08 OXS6X120 4
5.1/130 6.7 6.1 7.4 6.8 6.8 0.08 OXS6X130 6
7.1/180 8.7 8.1 9.4 8.7 8.7 0.11 OXS6X180 6
9.8/250 11.5 10.8 121 11.5 9.9 0.13 OXS6X250 12
13/330 14.6 14.0 15.3 14.7 14.6 0.17 OXS6X330 20
Shafts for use with pistol handles — .24 x .24" (6x6 mm)
Maximum Mounting Depth (inches) .
Shaft length (in/mm) Weight 23:111% p"r';te
OT16F3 - OT40F3 OT63F3-0OT80F3 OT30F3-0T100F3 OT160E3 0T200
5.2/130 5.9 6.4 6.7 6.0 6.5 0.08 OXP6X130 $12
5.9/150 6.7 7.4 7.0 6.7 7.2 0.09 OXP6X150 12
8.3/210 9.1 9.7 9.8 9.1 9.6 0.13 OXP6X210 16
11.4/290 12.2 12.8 12.9 12.2 12.7 0.18 OXP6X290 20
14.2/360 14.9 13.8 15.6 15.0 15.5 0.23 OXP6X360 24
16.9/430 17.6 18.3 18.3 17.8 18.2 0.27 OXP6X430 28
Shafts for use with pistol handles — .47 x .47" (12x12 mm)
Maximum Mounting Depth (inches) ;
Shaft length (in/mm) Weight Sjrt:l')"eg erluite
0T400 0T600 OETL-NF800 — OETL-NF1200 OETL-NF1600-OETL-NF3150
11.0/280 13.3 14.6 14.5 - 0.77 OXP12X280 $36
12.8/325 15.0 16.4 16.3 20.9 0.90 OXP12X325 40
15.6/395 20.5 19.1 19.1 23.6 1.10 OXP12X395 44
18.3/465 21.9 21.8 21.9 26.3 1.32 OXP12X465 48
21.1/535 22.8 24.6 24.6 29.1 1.54 OXP12X535 52
@ Mounting depth is distance from the outside of the door to the disconnect switch mounting plate. Shaft can be cut to desired length.
Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 18.7
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Standard non-fusible accessories

o e
o¥ Q&"'&\)éo\ Base and DIN rail mounted switches
¥+
X
(N7
L4 N N N PE
I [ @
(N)8 N N N PE
T4
Auxiliary contacts — snap-on mounting ©
Description For Use On Weight AC Thermal AC rated voltage | Catalog number | List price
amp rating
1 N.O. 0OT16-100, OT200-600 0.07 10 600 OA1G10 $20
1NC OT16-100 0.07 10 600 OA1GO1 20
e 0OT200-600 0.07 10 600 OA3GO01 20
1N.O. &1 N.C. 0OT16-160 0.07 10 600 OA2G11 40
Mounting Base - required
for OA2G11 on OT160 oT160 0.06 - - OAZXT 20
Module for auxiliary 0T200-600 0.1 - - OEA28 50
contacts
OEA28
Auxiliary contacts — top mounting
Description For Use On Weight AC Thermal AC rated voltage | Catalog number | List price
amp rating
1N.O. OEZNP1 0.07 10 600 OBEA-10 $28
1N.C. 0OT160 0.07 10 600 OBEA-01 28
OEZNP1 & 0.07 10 600 OBEA-10AU 56
ore 1N.O. gold plated @ 0T160 0.07 10 600 OBEA-01AU 56
- Mounting Base OBEA_ contacts
- required for OBEA_ used with OT160 0.06 B B GNP et
rumbaring labee for or160 : : | om0 | @
OBEA- ® OT160 - - - OBEA-ZX01 32
Auxiliary contacts — front mounting ®
Description For Use On Weight AC Thermal AC rated voltage | Catalog number | List price
amp rating
1N.O. +1N.C. 0.2 10 600 OZXK-1 $ 100
2 N.O. +2 N.C. 0.26 10 600 0OZXK-2 170
OEZNP1 4 N.O. +4N.C. OEJ]I;(;EIF: 00 0.4 10 600 OZXK-3 340
2N.O. OETL-NFa150 0.18 10 600 OZXK-4 100
4 N.O. 0.25 10 600 OZXK-5 170
8 N.O. 0.4 10 600 OZXK-6 340
Mounting & installation considerations
OA1G10 (1 N.O.) mounts on right side of switch only
OT16-100 OA1GO01 (1 N.C.) mounts on left side of switch only
OA2G11 (1 N.O. & 1 N.C.) mounts on left of right side of switch
Maximum two contacts on each side of switch
Accepts four contacts maximum
OT160 Mounting base always required
Maximum two side mounted contacts on each side of switch. One mounting base
OAZX1 OA2G11 required for each side
Maximum 8 auxiliary contact blocks with the OEA28 module
0OT200-600 . " . .
Maximum 4 auxiliary contact blocks mounting under the mechanisms
® UL file #E83510
@ Type _AU for low energy applications. The contacts are gold plated, AC & DC ratings - Maximum: A600 & P600; Minimum: 12V, 1mA; 5V; 2mA
® Numbering stickers required if several OBEA contacts are used in the same installation.
@ UL File #E5707
18.8 Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits Low Voltage Products & Systems
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Standard non-fusible accessories 84,5,
. . 7/
Base & DIN rail mounted switches /Vo/;\f’O/,e Scyp
U, oS
/¢
%
Additional poles ©
Power poles - Only one power pole per switch: mounts on left or right side of switch. (OTPS40FPN1 mounts to left side only.)
Description For use on Weight AC Therf‘nal AC rated Catalog number | List price
amp rating voltage
. 0T16-0T40 0.07 40 OTPS40FPN1 $36
L OT30-0T60 0.13 60 OTPS60FP 46
{ Fourth Pole OT63-0T80 0.13 80 600 OTPS80FP 44
a8 OT100 0.31 100 OTPS125FP 54
OT160 0.66 125 OTPS160EP 100
N OT16-0T40 0.07 40 OTPL40FP 36
OTP_40FP [ Late-break/ OT30-0T60 0.13 60 600 OTPL60OFP 46
/ early-make OT63-0T80 0.13 80 OTPL8OFP 44
N OT100 0.31 100 OTPL125FP 54
‘\ Terminal poles - Switch accepts one terminal pole per side: mounts on left or right side of switch
(o - . AC Thermal AC rated . .
Description For use on Weight . Catalog number | List price
“@ “ amp rating voltage
N OT16-0T40 0.07 40 OTPN40FP $20
i | OT63-0T80 0.13 80 OTPNB8OFP 36
Solid neutra OT30-0T100 0.31 100 600 OTPN125FP 50
N
@l OT160 0.66 125 OTPN160EP 100
OTP_80FP v N OT16-0T40 0.07 40 OTPD40FP 28
OTP_125FP OT30-0T60 0.13 60 OTPD60FP 38
- % Detachable Neutral 0T63-0T80 0.13 80 600 OTPD8OFP 36
== N OT100 0.31 60 OTPD125FP 50
OT16-0T40 0.07 40 OTPE40FP 20
E OT30-0T60 0.13 60 OTPEGOFP 38
%} Ground Terminal QOT63-0T80 0.13 80 600 OTPE8SOFP 36
PE OT100 0.31 100 OTPE125FP 50
‘OZXA-400 OT160 0.66 125 OTPE160EP 100
OZXA-27
Terminal lugs @
For Use On Wire Size Wire Type | Lugs/Kit Weight (Ibs) Catalog number | List price
#4 - 300 kemil 6 0.50 OZXA-200 $80
OT200 #4 - 300 kemil Cu/Al 3 0.25 OZXA-200/3 40
(6) 14-6 AWG 3 0.25 OZXA-206T 200
#2 - 600 kemil 6 0.50 OZXA-400 190
#2 - 600 kemil 3 0.25 OZXA-400/3P 100
0OT400 (2) #4 - 300 kemil Cu/Al 6 0.50 OZXA-402 210
0ZXA-30 (6) #14 - 6 AWG 3 0.50 OZXA-406 270
OZXA-32 (2) #2 - 600 kemil 6 0.50 OZXA-800 360
01600 (2) #2 - 600 kemil Cu/Al 3 0.50 OZXA-800/3 180
(2) #2 - 600 kemil 6 6.90 OZXA-30 740
OETL-NF800A (2) #2 - 600 cmil Cu/Al 3 3.45 OZXA-30/3P 370
(8) 2/0 + (2) #2 - 600 kemil ® 3 6.90 OZXA-32 600
(4) #2 - 600 kemil 6 10.44 OZXA-28 1,000
OETL-NF1200-1600 (4) #2 - 600 kemil Cu/Al 3 5.22 OZXA-28/3 500
(8) 2/0 + (2) #2 - 600 kemil ® 3 10.44 OZXA-32 600
OETL-NF2000-3150 (8) #2 - 600 kemil Cu/Al 12 20.88 OZXA-28/2 2,000
OZXA-175/400 Terminal shrouds
Description For Use On Weight Catalog number | List price
Ll 3 pole 0T16-0T40 0.02 OTS40T3 $8
. . . OT63-0T80 0.02 OTS80T3 20
OTS250G1L/3 includes one shroud for line or load side OT30-0T100 0.02 OTS125T3 20
4th pole OTPS40FPN1 0.03 OTS40T1 4
includes one shroudpfor line or load side Sl 0.03 DG o
OTPS125FP 0.03 OTS125T1 10
3 pole long type shrouds 0.2 OTS250G1L/3 50
3 pole short type shrouds 0T200 0.13 0OTS250G1S/3 50
OTS250G1S/3 4 pole long type shrouds 0.26 OTS250G1L/4 65
4 pole short type shrouds 3.18 OTS250G1S/4 65
3 pole OT400 0.33 OTS403 120
includes one shroud for line or load side @ OT600 0.33 OTS603 190
3 pole OETL-NF800A 0.88 OETL-ZX800A 180
includes one shroud for line or load side @ OETL-NF1200 1.2 OETL-Z2X119 220
@ Switches accept only one power pole or one terminal pole per side. Only one power pole per switch.
8¥§gg$g 8¥§ggﬁ @ Lugs are integral to the switch for 16-125A. No separate lug kit accessory is required.
OTS125T3 OTS125T1 ® A load side distribution lug eliminates the need to purchase, install and wire a separate distribution block.
@ For 4 pole shrouds, please consult factory.
Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 18.9
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Standard non-fusible accessories
Base and DIN rail mounted switches

Q0
X
Conversion Mechanisms
Mechanism Type For use on Weight UL/Nema Type Catalog number List price
OT16-100 0.33 - OTZW8 $ 60
6 or 8 pole mechanisms OT160 1.52 - OETL-ZK19 40
P 0OT200 1.52 - OESA-ZW2 220
OT400 - OETL-NF1200 2.42 - OETL-ZW9 260
1,3R, 12 OESA-ZW1 300
Couble OT16 - 160 2:20 1,3R, 12, 4, 4X | OESA-ZWAX 340
ouble throw
] 1,3R, 12 OTZW25 790
mechanisms 0OT200 2.20 1,3R. 12, 4, 4X OTZW25X 840
OT400 - OETL-NF1200 10.10 1,3R, 12, 4, 4X OETL-ZW12 560
1,3R, 12 OTZW17 340
. OT16-0T100 1.54 1,3R, 12,4,4X | OTZW17X 380
Bypass mechanisms 1500 7.28 1,3R, 12 OTZW26 950
OT400 - OETL-NF1200 8.81 1, 3R, 12, 4, 4X OETL-ZW13 560
OT16-0T100 0.33 - OTZW24 80
Mechanical interlock OT160-200 0.55 - OTZW10 100
mechanisms OT400 - OETL-NF800 1.26 - OETL-ZW3 140
OETL-NF1200 - OETL-NF3150 2.64 - OETL-ZW15 160
Miscellaneous Accessories & Replacement Parts
Shaft Accessories
otzwi7 Accessory Type Description For Use On Weight Catalog number List price
Shaft Adapter Adapts one end of @ 6mm shaft to 12mm 6mm shafts | 0.20 | OETL-ZK19 $ 40
(use with shaft extension coupler)
Shaft Extension | Joins two shafts together for applications where | 6mm shafts 0.26 OESA-ZX167 56
Coupler extended length is required 12mm shafts | 0.26 | OETL-ZX95 100
. Fits all pistol grip handles, mounts on the inside . _
Shatt Guide of the enclosure door with provided hardware pistol handles izl 2
Busbar Connections
Accessory Type Description For Use On Weight Catalog number List price
Busbar ) ’ ! 46.2 OETL-ZX115 $ 3,916
Connections Vertical, back or edgewise mounting ® | OETL-NF1600 - 3150 31.0 OETL-ZX{14 2.820
Locking Accessories
Accessory Type Description For Use On Weight Catalog number List price
For Kirk Key, Castell, Low & Fletcher and
Cam Attachment | Ronis interlock. For adapting to the interlock 12mm shafts 0.29 OETL-ZW5 $190
system. The interlock is not included.
Closed circuit principle for interlocking the
switch movement. When the coil circuit
is dead, A-types cannot be operated to
Electrical O-position and L-types cannot be operated to | OETL-NF800 — 242 OETL-ZT80AA 1280
Interlock ON- or OFF-position. Coil voltages 110VAC, 3150A . OETL-ZT80LA 1220
220 VAC, 24VDC, 48VDC, 60VDC, 110VDC,
220VDC,P-15W U =0.7-1.1 Un
(U = coil voltage, Un = nominal voltage)
A = Coil Voltage
Replacement Parts
Accessory Type Description For Use On Catalog number List price
Metal collar Replaces original black knob OT16-200 oTZzS2 $13
for locking shaft in place
) OT16-100 FLSWM5X8AX 2
Set Screw Set screw for use with knob or collar
0T200 FLSWM5X6X 2
0TZS2
@ Vertical busbar is provided as standard on OETL-NF1600 through OETL-NF3150 switches.

18.10
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7
Door mounted ® $4,, 5,
/VO Ifo ,)G
16 - 100A /g, Ohog CE
S,
Ok
For a complete assembly, TENL

please select one of each: @

1 switch (pg. 18.11)
1 handle (pg. 18.11)

OT63FT3 OHBS2RJ
3 Pole ® Bulk packs
UL general purpose IEC AC21 . . . Bulk pack List
UL only amp rating amp rating Catalog number List price Bulk pack quantity Catalog number atEe
20 16 OT16FT3 $70 50 OT16FT3/B
30 25 OT25FT3 76 50 OT25FT3/B
UL508 40 40 OT40FT3 80 50 OT40FT3/B
60 63 OT63FT3 104 50 OT63FT3/B Consult
80 80 OT80FT3 124 50 OT80FT3/B factory
30 40 OT30FT3 154 25 OT30FT3/B
uUL98 60 63 OT60FT3 179 25 OT60FT3/B
100 115 OT100FT3 204 25 OT100FT3/B
Selector handles for door mounted switches
5 Catalog List
UL/NEMA Type IEC Type Color Defeatable Padlockable Weight (Ibs) number o
Snap-on Mounting - for use on OT16FT3 - OT40FT3
- 0.10 OHBS1PH $ 22
! P54 Black - Yes 0.13 OHBS3PH 24
1,3R, 12 IP65 Black — Yes 0.17 OHBS2PJ 28
Screw mounting - for use on OT16FT3 - OT100FT3. For OT30, OT60, and OT100 use OH__2_only
- 0.11 OHBS1RH $ 22
! PS4 Black - Yes 0.14 OHBS3RH 24
1,3R, 12 IP65 Black — Yes 0.18 OHBS2RJ 28
Pistol grip handle adapter ®
Description For use on Weight (Ibs) Catalog number List price
Adapter piece for 0T30-100 0.18 OHZX6 $20
pistol grip handle

Includes hardware and shaft for pistol grip handles. Pistol handle must be ordered separately (see pg. 18.6)

® Door mounted switches do not provide door interlock

@ Door mounted switches do not require shafts

® A snap on fourth pole may be added - please reference accessories pg. 18.8

@ The environmental rating of the pistol handle derates to NEMA 1 when used in conjunction with the OHZX6 adapter.

Low Voltage Products & Systems Discount schedule: H1 [D1]: 16-100A 18.11
ABB Inc. * 888-385-1221 * www.abb.us/lowvoltage Discount schedule: H6 [DH]: Handles, shafts, accessories & lug kits 18XU000023C0202




Standard non-fusible accessories

Door mounted switches

Q0
X
N N N PE
7 [ e
N N N PE
Auxiliary contacts ® — snap-on mounting
D ot E i Weight [AC thermal | AC rated Catalog List
escription or use on: (Ibs) amp rating | voltage number price
1N.O.
mounts on right hand 0.07 10 600 OA1G10 $20
side of switch OT16 — OT100
1N.C.
mounts on left hand 0.07 10 600 OA1GO1 20
side of switch

OTP_40FD

OTP_80FD

o

P
OTS40T3 OTS40T1
OTS80T3 OTS80T1
OTS125T3 OTS125T1

18.12

Max. two contacts on each side of switch.

Power poles

Switch accepts one terminal pole per side: mounts on left or right side of switch. (OTPS40FDN1 mounts to left side only.)

- . Weight |AC thermal| AC rated Catalog List
Description For use on: (Ibs) amp rating | voltage number price
0y OT16, OT25, OT40 0.07 40 OTPS40FDN1 $ 36
| Fourth pole OT30-0T60 0.13 60 600 OTPS60FD 46
N( . P 0T63, OT80 0.13 80 OTPS80FD 44
Lo OT100 0.20 100 OTPS125FD 54
N 0OT16, OT25, OT40 0.07 40 OTPL40FD 36
'Z Late-break/early-make 0T63, OT80 0.13 80 600 | OTPL80OFD 44
! Y OT100 0.20 100 OTPL125FD 54
Terminal poles
Switch accepts one terminal pole per side: mounts on left or right side of switch
D ot E ) Weight [AC thermal | AC rated Catalog List
escription Or use on: (Ibs) amp rating | voltage number price
N OT16, OT25, OT40 0.07 40 OTPN40FD $20
Solid neutral OT30-0T60 0.13 60 600 OTPN60FD 38
0T63, OT80 0.13 80 OTPN80FD 36
N OT100 0.20 100 OTPN125FD 50
N OT16, OT25, OT40 0.07 40 OTPD40FD 28
# Detachable neutral OT30-0T60 0.13 60 600 | OTPD60FD 38
N 0T63, OT80 0.13 80 OTPD80FD 36
PE OT16, OT25, OT40 0.07 40 OTPE40FD 20
OT30-0T60 0.13 60 600 | OTPE60OFD 38
Ground terminal 0T63, OT80 0.13 80 OTPE8OFD 36
PE OT100 0.20 100 OTPE125FD 50
Terminal shrouds — snap-on mounting for line or load side @
Description For use on: V\(Fblg)h t Sjrt::)oe% eriizte
3 pole OT16, OT25, OT40 0.02 OTS40T3 $8
includes one shroud 07163, OT80 0.02 OTS80T3 20
for line or load side OT30, OT60, OT100 0.02 OTS125T3 20
4th pole OTP_40FD 0.02 OTS40T1 4
includes one shroud OTP_80FD 0.02 OTS80T1 6
for line or load side OTP_125FD 0.02 OTS125T1 10

@© UL File # E83510

@ ABB switches are IP20 touchsafe as standard. Shrouds provide an extra degree of protection.

Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits
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Special configurations s g
Shaft operated fl Yoy, ey
aft operated flange g hog

30A - 100A g

__ﬁ

2 )

Switch Handle Shaft

30A -100A Flange operated — non fusible switches (Shaft) - 3 pole

UL general Catalog List

purpose amp rating number price

30 OT30F3-F $ 500

60 OT60F3-F 590

100 OT100F3-F 690

OT100F3 Flange handles — for use with OT30_, OT60_, OT100
UL/ NEMA type Marking | Defeatable | Padlockable Catslog i
number price
1,3R, 12 OFF/ON Yes Yes DSFHN-HS12 $ 156
ﬁﬁ' 4, 4X OFF/ON Yes Yes DSFHN-HS4 240
/ g
( Shafts

DSFHN-HS12 For use with: Maximum enclosure depth (inches) S:::Loe% pl'rllzte
OT30_- OT100_ 16 OTFS-16 $25
OT30_- OT100_ 24 OTFS-24 30

Door hardware NEMA 12

| Catalog List
tem .
number price
Safety door latch, 2 point, door less than 40" high KDH2R $ 200
Safety door latch, 2 point, door greater than 40" high KDH3R 225

Flange operated fusible and non-fusible disconnect switches

> ABB’s solution for complying with the new NFPA79 requirements is Flange Operated Fusible and Non-fusible Disconnect
Switches.

New 2002 NFPA 79 changes requires main disconnecting means to be operable without the use of accessory tools or de-
vices, independent of door position. This code also includes an interlocking provision to prevent the closing of disconnects
while the enclosure door is open, unless an interlock is operated by a deliberate action.

The flange operated disconnect switches are available as ridged shaft or flexible cable operated versions. The cable oper-
ated version allows you to install the disconnect switch anywhere in the enclosure depending on the length of the cable.
Cables are available in lengths up to 84 inches.

DSFHS-12

The designs are cost-effective NFPA 79 solutions offering quick and easy installation.

Discount schedule H1 [D1]]: NF16A - 100A
Discount schedule H2 [D2]: NF125A - 800A
Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories and lug kits 18.13
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Special configurations

Cable operated flange

30A - 200A

Switch Handle Cable Lug kit (as required) Operating mechanism
Non-fusible
UL general purpose Catalog List

amp rating number price

30 OT30F3 $ 150

60 OT60F3 175

100 OT100F3 200

125 OT160E3 420

200 OT200U30 620

OT100F3 Flange handles — UL98; UL file #£101914

OHF1C12

".%"

OXC1L36-
OXC1L84

For use with: Environmental Catalog List
rating number price
NEMA 1, 3R, 12 OHF1C12 $213
OT30 - 100F3, OT160E3, OT200U30 NEMA 4, 4X OHE1C4 243
Flexible cables
For use with: Cable length (inches) sjrt:;)oe% erl.ite
36 OXC1L36 $114
OT30 - 100F3, OT160E3, 48 el 1
OT200U30 60 OXC1L60 160
72 OXC1L72 175
84 OXC1L84 204
Operating mechanisms
For use with: Catalog Li.St
number price
OT30 - 100F3 MKCS1 $135
OT160E3 MKCS3 162
OT200U30 MKCS4 171
Terminal lug kits
For use Wire Wire - . Catalog List
with size type Description Lugs per kit number price
#4 — 300 kemil Cu/Al — 6 OZXA-200 80
0OT200U30 #4 — 300 kemil Cu/Al — 3 OZXA-200/3 40
(6) #4-6 AWG Cu/Al Distribution lug 3 OZXA-206S 200
Door hardware — NEMA 12
It Catalog List
em number price
Safety door latch, 2 point, door less than 40” high KDH2R $ 200
Safety door latch, 3 point, door greater than 40” high KDH3R 200

18.14
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- - - /,s.
Special configurations 83, 0y,
: Ay W g,
Double throw switches g, g O
Sy,
16A - 600A %
For a complete assembly,
please select one of each:
1 switch (pg. 18.15)
1 handle (pg. 18.16)
1 shaft (pg. 18.16)
1 terminal lug kit (pg. 18.15)
1 bridging bar (pg. 18.15)
(Lug kits only necessary on switches 200A and above) OT200U04C OHY_JBEO11 OXSBX_ Lug kit (as required) Bridging bars

3 Pole 4 Pole ©
UL general
uL purpose amp IEC AC.21 Catalog number List price Catalog number List price
only rating amp rating
20 16 OT16F3C $258 - =
30 25 OT25F3C 270 — —
UL508 40 40 OT40F3C 288 = =
60 63 OT63F3C 328 - =
80 80 OT80F3C 368 — —
30 40 OT30F3C 428 — —
60 63 OT60F3C 478 = —
OT63F3C 100 115 OT100F3C 514 — —
200 250 0OT200U03C 1,850 0OT200U04C $2,100
uL9s 0OT200U30C 1,850 OT200U40C 2,100
400 630 OT400U03C 3,250 OT400U04C 3,550
OT400U30C 3,250 OT400U40C 3,550
600 800 OT600U03C 4,800 OT600U04C 5,500
OT600U30C 4,800 OT600U40C 5,500
Bridging busbar kits — required for OT200_C through OT600_C @
Description For Use On: Catalog number List price
OHBS2AJEO11 0T200_C 0OTZC13 $80
3 Pole Kit 0OT400_C 0TZC23 160
0T600_C OTZC33 240
0T200_C 0OTZC14 110
4 Pole kit 0OT400_C 0TZC24 220
0T600_C OTZC34 330

Bridging bars are required on 200-600A double throw switches to operate as standard double throw switches.
Otherwise, they will operate as two mechanically interlocked switches.

OHB__J6EO11

OHY__J6EO011

@ A snap on power pole may be added to build a 4 pole 16-100A double throw switch. Reference pg. 18.9.
@ For 16-100A double throw switches, jumpers are not provided.

Discount schedule HT1 [D6]: 16-100A Double throw switches

Discount schedule HT1 [D6]: 200-600A Double throw switches 18.15
ABB Inc. ¢ 888-385-1221 ¢ www.abb.us/lowvoltage Discount schedule H7 [DR]: Handles, shafts, accessories & lug kits 1SXU000023C0202
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Special configurations

o
28 S o i
OF W s® Handles & shafts for double throw switches
¥+
X
Recommended handles & shafts
. . Recommended standard pistol Maximum recommended
Switch Shaft diameter handle length shaft length
OT16 - 100 6x6 mm - .24 x .24" 45 - 65 mm 290 mm
QOT200 6x6 mm - .24 x .24" 65 - 80 mm 290 mm
OT400 - 600 12x12 mm - .47 x 47" 125 -175 mm 595 mm
Shafts — for use with selector handles .24 x .24" (6x6mm)
Mounting depth (inches)
Shaft length Weight Catalog List
(in/mm) OT16F3, OT25F3, OT40F3 OT63F3, OT8OF3 OT3xS orors (Los) number price
OH_1_&OH_3_ OH_2_ OH_1_&OH 3_ OH 2 OH_2_
3.3/85 5.0 4.3 5.6 5.0 5.0 0.07 OXS6X85 $4
4.1/105 5.8 5.1 6.4 5.8 5.8 0.07 OXS6X105 4
4.7/120 6.4 5.8 7.0 6.4 6.4 0.08 OXS6X120 4
5.1/130 6.7 6.1 7.4 6.8 6.8 0.08 0OXS6X130 6
7.1/180 8.7 8.1 9.4 8.7 8.7 0.11 OXS6X180 6
9.8/250 11.5 10.8 12.1 11.5 9.9 0.13 OXS6X250 12
13/330 14.6 14.0 15.3 14.7 14.6 0.17 OXS6X330 20
Shafts — for use with pistol handles .24 x .24" (6x6mm)
Shaft length (in/mm) Maximum mounting depth (inches) Weight Catalog Li'st
(Lbs.) number price
OT16F3 - OT40F3 OT63F3-OT80F3 OT30F3-OT100F3 OT160E3 0T200
5.2/130 5.9 6.4 6.7 6.0 6.5 0.08 OXP6X130 $12
5.9/150 6.7 7.4 7.0 6.7 7.2 0.09 OXP6X150 12
8.3/210 9.1 9.7 9.8 9.1 9.6 0.13 OXP6X210 16
11.4 /290 12.2 12.8 12.9 12.2 12.7 0.18 OXP6X290 20
14.2 / 360 14.9 13.8 15.6 15.0 15.5 0.23 OXP6X360 24
16.9 /430 17.6 18.3 18.3 17.8 18.2 0.27 OXP6X430 28
Shafts — for use with pistol handles .47 x .47" (12x12 mm)
Shaft length (in/mm) Maximum Mounting Depth (inches) Weight Catalog List
(Lbs.) number price
0T400 0T600 OETL-NF800 — OETL-NF3150 OETL-NF1600-OETL-NF3150
11.0/280 13.3 14.6 14.5 - 0.77 OXP12X280 $36
12.8/325 15.0 16.4 16.3 20.9 0.90 OXP12X325 40
15.6 /395 20.5 191 191 23.6 1.10 OXP12X395 44
18.3/ 465 20.9 21.8 21.9 26.3 1.32 OXP12X465 48
21.1 /535 22.8 24.6 24.6 29.1 1.54 OXP12X535 52
3 Position selector handles — for use with .24 x .24" (6x6mm) shafts @
. Weight Catalog List
UL/NEMA Type IEC Type Markings Color Defeatable Padlockable (Lbs) — price
m 1,3R, 12 IP65 1/0/1l, ON/OFF/ON Black Yes Yes 0.16 OHBS2AJE011 $ 40
3 Position pistol handles — for use with .24 x .24" (6x6mm) shafts ®
i Weight i
ULNEMA Type IEC Type Markings Color Defeatable Padlockable (ft')gs_) e erlif:te
1,3R, 12 1P65 Black Yes Yes 0.29 OHB65J6E011 $90
1,3R, 12, 4, 4X 1P66 1/0/1l, ON/OFF/ON Black Yes Yes 0.29 OHB65L6E011 130
1, 3R, 12 IP65 Black Yes Yes 0.3 OHB80J6EO11 120
1,3R, 12, 4, 4X 1P66 Black Yes Yes 0.3 OHB8OL6E011 155
3 Position pistol handles — for use with .47 x .47" (12x12mm) shafts ©
. Weight Catalog List
UL/NEMA Type IEC Type Markings Color Defeatable Padlockable (Lbs.) - Drice
1,3R, 12 1P65 Black Yes Yes 0.39 OHB145J12E011 $130
1,3R, 12, 4, 4X 1P66 1/0/11, ON/OFF/ON Black Yes Yes 0.39 OHB145L12E011 170
1,3R, 12 1P65 Black Yes Yes 0.41 OHB175J12E011 140
1, 3R, 12, 4, 4X IP66 Black Yes Yes 0.41 OHB175L12E011 180
® Red/Yellow handles are available by substituting the OHB prefix with OHY. For other special handle configurations, consult factory.
18.16 Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits Low Voltage Products & Systems
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Special configurations 2
Accessories for double throw switches

Additional poles

Power poles
Only one power pole per switch. Mounts on left or right side of switch (OTPS40FPN1 mounts to left side only).

. Weight AC Thermal AC rated Catalog List
Description For use on N .
(Lbs.) amp rating voltage number price
OT16-0T40 0.07 40 OTPS40FPN1 $36
OT30-0T60 0.13 60 OTPS60FP 46
Fourth Pole 0T63-0T80 0.13 80 600 OTPS80FP 44
OoT100 0.31 100 OTPS125FP 54
OT16-0T40 0.07 40 OTPL40FP 36
OTP_40FP " ~ OT30-60 0.13 60 OTPL60FP 46
Late-break/early-make | qrga o180 013 80 600 OTPLB8OFP 44
OT100 0.31 100 OTPL125FP 54

Terminal poles
Switch accepts one terminal pole per side. Mounts on left or right side of switch.

.. Weight AC Thermal AC rated Catalog List
Description For use on X .
(Lbs.) amp rating voltage number price
OT16-0T40 0.07 40 OTPN40FP $20
) Solid neutral OT63-0T80 0.13 80 600 OTPN8OFP 36
OTP_80FP OT30-0T100 0.31 100 OTPN125FP 50
OT16-0T40 0.07 40 OTPD40FP 28
OT30-0T60 0.13 60 OTPD60FP 38
\ Detachable Neutral | 4163 o180 0.13 80 600 OTPD8OFP 36
e 0T100 0.31 60 OTPD125FP 50
OT16-0T40 0.07 40 OTPE40FP 20
. OT30-0T60 0.13 60 OTPEGOFP 38
Ground Terminal 0T63-0780 0.13 80 600 OTPESOFP 36
OoT100 0.31 100 OTPE125FP 50
Terminal lug kits
OTP_125FP . ) ) Weight Catalog List
For Use On Wire Size Wire Type Lugs/Kit (Lbs) e e
#4 - 300kcmil 6 0.5 OZXA-200 $80
0OT200_C #4 - 300kemil Cu/Al 3 0.25 OZXA-200/3 40
(6) 14-6 AWG 3 0.25 OZXA-206T 200
#2 - 600kcmil 6 0.5 OZXA-400 190
#2 - 600kemil 3 0.25 OZXA-400/3P 100
0T400.C (2) #4 - 300kemil Cu/Al 6 0.5 OZXA-402 210
(6) #14 - 6 AWG 3 0.5 OZXA-406 270
(2) #2 - 600kemil 6 0.5 OZXA-800 360
0T600_C (2) #2 - 600kemil | CWA! 3 05 OZXA-800/3 180
Auxiliary contacts — snap-on mounting
- Weight AC Thermal AC rated . .
Description For Use On (Lbs) amp rating voltage Catalog number List price
1N.O. OT16-100_C 0.7 10 600 OA7G10 $20
1N.C. OT16-600_C 0.7 10 600 OA3GO01 20
1N.O. 0T200-600_C 0.7 10 600 OA1G10 20

Mounting & installation considerations

OA1G10 (1 N.O.) mounts on right side of switch only

OA1GO01 (1 N.C.) mounts on left side of switch only

OA2G11 (1 N.O. & 1 N.C.) mounts on left or right side of switch
Maximum two contacts on each side of switch

OT16-100

Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 18.17
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o
OT800 - 1200A

N

O (4
e
0‘5 X0 "O\
\6"‘{&\06\

X
OT800 - 1200A
2 Pole 3 Pole 4 Pole
UL general purpose IEC AC21 Catalog List Catalog List Catalog List
amp rating amp rating number price number price number price
OT800U03 0OT800U04
800 1250 OT800U02 $ 2600 OT800U12 $ 4200 0OT800U40 $ 5200
OT800U30 0OT800U22
OT1200U03 0OT1200U04
1200 1600 OT1200U02 6200 OT1200U12 6800 0OT1200U40 8600
OT1200U30 OT1200U22

T-Style handles — for use with .47 x .47" (12x12mm) shafts

UL/NEMA Type|  IEC Type Color Marking Length Defeatable | Padlockable :l"j‘r‘:k')‘ﬁ p"r'lzte
1,3R, 12 IP65 Black O/1 & Off/On 2 x 200 Yes Yes OHB200J12P $ 140
Shafts for use with T-Style handles — .47 x .47" (12x12mm)
Shaft Maximum mounting Weight Catalog List
length depth (Lbs.) number price
11.0/280 15.2 0.77 OXP12X280 $36
12.8 /325 17.0 0.90 OXP12X325 40
15.6 / 395 19.7 1.10 OXP12X395 44
18.3 /465 224 1.32 OXP12X465 48
21.1/535 25.2 1.54 OXP12X535 52
Terminal lugs
For use on Wire Wire Lug§ per Catalog List
size type kit number price
0OT800 - 1200 (4) #2-600 kemil Cu 6 OZXA-1200 $ 700
Auxiliary contacts
Descrioti AC thermal AC rated Catalog List
escription For use on R A
amp rating voltage number price
1 NO OA1G10 $20
MOLL\‘leC — 0T800 - 1200 10 600 CEHE =
contacts oy el
18.18 Low Voltage Products & Systems
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AL BD BD Fusible disconnect switches
M\ EPREP 30A-800A, 600V

t switches

ISCONNnecC

ABB PowerLine includes seven different amperage sizes from 30A to 800A.
All ABB fusible switches are designed to meet customer requirements in
terms of high interrupting capacity and long electrical life while occupying
little more panel space than the appropriate fuses. The basic construction
provides flexibility and high performance in an extremely compact size. ABB
PowerLine switches are a perfect choice to withstand the heat and humidity
of the tropics, the extreme cold of the arctic and any rugged industrial
environment you may have.

International acceptance

ABB fusible switches are available with a wide range of fuse clip options:
UL USA CSA Canada
DIN Europe BS United Kingdom
NFC France Ultra-rapid

As well as the corresponding approvals: UL listed, CSA approved, IEC rated, CE
marked, and most other international standards.

UL98 (CSA 22.2 No.4) — UL File # E101914, CSA File #LR58077

For 30A — 800A switches, OH__ pistol grip handles

Suitable for use as motor disconnects or industrial control panel disconnects on
service entrance equipment, panelboards, switchboards, industrial control equipment,
motor control centers, etc. and are horsepower rated and ampere rated.

IEC

Tested in accordance to IEC 947-1 and 3, IEC 664, IEC 269, and IEC 204

CE
Compliance with the European Machine Directive IEC 204 (EN 60204)

Fusible
D

Low Voltage Products & Systems 18.19
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Selection guide
OS30FACC12 — OES800L3

«®
L]
OS30FA_12 0S60J12 0S100J03 0S200J03 0S400J03 0S600J03 OES800L3
Catalog number 3 pole OS30FACC12 OS30FAJ12 0S60J12 0S100J03 0S200J03 0S400J03 0S600J03 OES800L3
General purpose
amp rating A 30 30 60 100 200 400 600 800
Catalog reference Page # 18.79 18.79 18.83 18.83 18.83 18.87 18.87 18.87
Approvals ©
2 pole N/A N/A N/A UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
3 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
4 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
Technical ratings
(UL,CSA)
Max operating voltage \ 600 600 600 600 600 600 600 600
Max horsepower rating
Three phase
240V HP 7.5 7.5 15 30 60 125 200 250
480V HP 15 15 30 60 125 250 400 500
600V HP 20 20 50 75 150 350 500 600
Single phase
120V HP 2 2 - - - — - —
240V HP 3 3 - - - - - -
UL fuse class CC J J J J J J L
Technical ratings (IEC)
Rated insulation and operational
voltage. AC20 and DC20 \ 1000 1000 1000 1000 1000 1000 1000 1000
Rated thermal current, I,
AC 20/DC 20 open A 32 32 63 160 200 400 630 800
AC 20/DC 20 enclosed A 32 32 63 160 200 400 600 720
AC 21A <500V A 32 32 63 160 200 400 630 800
<690V A 32 32 63 160 200 400 630 800
Rated operational power AC23
400/415V kW 14/15 14/15 30 80/90 110 220/230 355 350/380
690V kW 25 25 60 132 200 400 560 600
Physical characteristics
Weight 3 pole switch  Ib 1.54 1.54 2.86 3.30 5.9 12.56 28.66 37.44
4 pole b 1.98 1.98 3.52 3.96 7.5 15.21 37.48 46.26
Dimension 3 pole H in 3.66 3.60 3.94 5.67 6.5 9.29 12.04 10.10
W in 4.15 4.15 5.63 7.07 71 10.04 13.50 14.80
D in 4.10 4.10 5.04 5.10 52 6.93 9.17 9.17
Accessories
Double break contacts S S S S S S S S
Fuse cover S S S S S S S S
Terminal lug kit Integral Integral Integral OZXA-24 OZXA-200 OZXA-400 OZXA-800 OZXA-27
Terminal shroud Not required Not required Not required i O ° C d
Auxiliary contact L] . . L] . L] L] L]
Shaft/handle diameter 6mm 6mm 6mm 6mm 6mm 12mm 12mm 12mm
24 x .24" 24 x .24" 24 x .24" 24 x .24" .24 x .24" 47 x AT" AT x 47" A7 x AT"
Handle UL/NEMA type
Type 1, 3R, 12 . . . . . . . )
Type 1, 3R, 4, 4X, 12 o o ° ° . ° ° °
Recommended pistol handle length 45 - 65mm 45 - 65mm 45 - 65mm 45 - 65mm 65 - 80mm 125 - 175mm 125 - 175mm 125 - 175mm
Maximum recommended shaft length 290mm 290mm 290mm 290mm 290mm 595mm 595mm 595mm
Electrical interlock — - — - — ° © .

S = Standard
* = Available
— = Not available

® UL listed switches are also CSA approved.

18.20
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Selection information

Standard part number designation ®
Fusible OS Switches (30 to 60A)

OS 30FAJ22F
L

| Amperage
| 30 = 30 amps 60 = 60 amps

| Fuse Type/Class

| J = Class J fuse compatible CC-= Class CC fuse compatible

Number of poles and placement of the mechanism
12 =1 Pole to the left of mechanism, 2 poles to the right of mechanism

22 = 2 Poles to the left of mechanism, 2 poles to the right of mechanism

Fusible OS Switches (100A)

OS 100 J 03
T

| Amperage
| 100 = 100 amps

| Fuse Type/Class

| J = Class J fuse compatible

| Number of poles and placement of the mechanism
| 03 = 3 Poles to the right of mechanism 04 = 4 poles to the right of mechanism

Fusible OS Switches (200A and above)

OS 200J 04 F
T

| Amperage
| 200 = 200 amps 400 = 400 amps 600 = 600 amps

| Fuse Type/Class

| J = Class J fuse compatible

| Number of poles and placement of the mechanism

03 = 3 Poles to the right of mechanism 04 = 4 poles to the right of mechanism
12 =1 Pole to left of mechanism, 2 poles to right 22 = 2 Poles to left of mechanism, 2 poles to right
30 = 3 Poles to the left of mechanism 40 = 4 Poles to the left of mechanism

Selector Handles

OHBS1PH
L

| Handle Color
| B = black Y = Red/Yellow

{ Physical Size

| Connection to Switch
| A = external shaft P =snap on R = screw

—| E[cztection Class J=1.3R 12
Pistol Handles 7 N
OHB 65 J 6 EO11

T | Handle Color
| B = Black Y = Red/Yellow M = Stainless Steel

| Handle Length
65 = 65mm 80 = 80mm 125=125mm 145 =145m 175=175mm 275 =275mm

| Environmental Rating
lJ=1,3R12 L=1,3R, 12 4,4X

| Shaft Diameter
| 6=6mm 12 = 12mm

Special Configuration
E011 = 3 position transfer switch handle

@ Part designation keys are provided for reference only. Not all variations or configurations are available.
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Base & DIN rail mounted
30 - 800A

For a complete assembly, please select
one of each:

1 switch (pg. 18.22)
1 handle (pg.18.23)
1 shaft (pg. 18.24)

1 terminal lug kit (pg. 18.25)
(Only required for 100A & above.)

P

0o

0S400J03 + OXP12X280 + OHB145J12 + OZXA-24
2 Pole 3 Pole 4 Pole
UL general
purpose amp Ty;I)_eF;OS:V Catalog number List price Catalog number List price Catalog number List price
rating

30 J — - OS30FAJ12 $ 280 OS30FAJ22F $ 350

CC O = = OS30FACC12 280 OS30FACC22F 350

60 J - - 0S60J12 380 0S60J22F 490

100 J = = 0S100J03 520 0OS100J04F 660

0S200J03 1,380 0S200J04F 1,725

200 J 0S200J02 $ 1,240 0S200J30 1,380 0S200J13F 1,725

UL 98 0S8200J12 1,380 0S200J22F 1,725
0S400J03 1,860

400 J 08400J02 1,680 0S400J30 1,860 0OS400J04F 2,320
08400J12 1,860
0S600J03 4,613

600 J 0S600J02 2,600 0S600J30 4,613 0OS600J04F 5,536
0S600J12 4,613

800 L OES800L2 4,280 OES800L3 4,760 OES800L4 5,950

® Rejection style fuses only.

18.22
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Standard handles & shafts NS
%y e
e Che. CF
6‘/6/ Qo
(N
y ik
OHBS2AJ1 OHB__J6 OHY__J6 OHB4 OHM125L12
Recommended handles & shafts
. ) Recommended standard Maximum recommended
Switch Shaft diameter pistol handle length shaft length
0OS30 - 100 6X6 mm - .24 x .24" 45 - 65 mm 290 mm
0S200 6Xx6 mm - .24 x .24" 65 - 80 mm 290 mm
08400 - 600 12x12 mm - .47 x 47" 125-175 mm 595 mm
OES800 12x12 mm - .47 x 47" 125 -175 mm 595 mm
Selector handles — for use with .24 x .24" (6mm) OXS6X_shafts @ ®
UL/NEMA Type |IEC type Color Marking Defeatable Padlockable | Weight (Ibs) Catalog number List price
1,3R, 12 IP65 Black O/1 & Off/O - Yes 016 | OHBS2AJ e
, 3R, ac n
Yes Yes 0.16 OHBS2AJ 30
NOTE: Selector handles are not recommended for use with fusible switches over 30A.
Pistol handles — for use with .24 x .24" (6mm) OXP6X_ shafts @ ®
UL/NEMA Type IEC type Color Marking Length in/mm Defeatable Padlockable | Weight (Ibs) Catalog number List price
1,3R, 12 P65 Black O/ & Off/On 2.6/65 Yes Yes 0.29 OHB65J6 $80
1,3R, 12 IP65 Black Off/On/Test 2.6/65 Yes Yes 0.29 OHB65J6T ® 100
1,3R, 12 IP65 Black O/1 & Off/On 3.1/80 Yes Yes 0.30 OHB80J6 90
1,3R, 12, 4, 4X 1P66 Black O/ & Off/On 3.1/80 Yes Yes 0.30 OHBB80L6 130
1,3R, 12, 4, 4X 1P66 Stainless Steel O/ & Off/On 2.6/65 Yes Yes 1.60 OHM65L6 750
1,3R, 12 IP65 Black w/ stainless hasp | O/l & Off/On 2.6/65 Yes Yes 0.31 OHB65J6EH 250
1,3R, 12, 4, 4X 1P66 Black w/ stainless hasp | O/I & Off/On 2.6/65 Yes Yes 0.31 OHB65L6EH 290
Pistol handles — for use with .47 x .47" (12mm) OXP12X_ shafts @ ®
UL/NEMA Type IEC type Color Marking Length in/mm Defeatable Padlockable | Weight (Ibs) Catalog number List price
4.9/125 Yes Yes 0.39 OHB125J12 $90
1,3R, 12 IP65 Black O/1 & Off/On 5.7/145 Yes Yes 0.39 OHB145J12 920
6.9/175 Yes Yes 0.41 OHB175J12 100
5.7/145 Yes Yes 0.39 OHB145L12 130
1,3R, 12, 4, 4X P66 Black /18 Off/On 6.9/175 Yes Yes 0.41 OHB175L12 140
1, 3R, 12,4, 4X IP65 Metal Off/On 8.7/220 - Yes 1.50 YASDA-8 190
4.9/125 Yes Yes 1.70 OHM125L12 900
1,3R, 12, 4, 4X IP66 Stainless Steel O/1 & Off/On 6.9/175 Yes Yes 1.80 OHM175L12 1,100
275 Yes Yes 2.10 OHM275L12 1,200
1 3R 12 P65 Black w/ stainl h 0/l & OF/O 4.9/125 Yes Yes 0.44 OHB125J12EH 280
, 3R, ack w/ stainless has n
P 6.9/175 Yes Yes 0.76 OHB175J12EH 330
1, 3R, 12, 4, 4X IP66 | Black w/ stainless hasp | O/I & Off/On 4.9/125 Yes ves 0.44 OHB125L12EH 330
, 3R, 12, 4, W i
P 6.9/175 Yes Yes 0.76 OHB175L12EH 390
Direct mount handle @3
For use on Description Marking Color Padlockable Weight Catalog number List price
0S30 No shaft required O/|/Test Black Yes 0.10 OHBS5 $ 60
0S60-100 No shaft required o/l Black Yes 0.10 OHB4 60
08200 No shaft required o/l Black Yes 0.30 OSV200BK 134
08400 No shaft required o/l Black Yes 0.30 OSV400BK 173
0S600 No shaft required o/l Black Yes 0.30 OSV800BK 212
0S400-600, OES800 Mounts on 12mm shaft — Metal No 0.78 YASDA-33 155

@ The OS30_ switch has a TEST position, accessed by rotating the mechanism 45 degrees counterclockwise from the OFF position. In the TEST position, optional auxiliary contacts, OA4B1C, are
actuated but the main switch contacts are not.

@ Red/Yellow handles are available by substituting the OHB prefix with OHY.

® All handles are plastic unless otherwise noted as metal or stainless steel.
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Standard handles & shafts

o

e

O 0®
S

OXP6X_

OXS6X_ OXP12X_
Shafts — for use with OH selector handles .24 x .24" (6x6 mm)
. Maximum mounting Weight Catalog List
Shaft length (in/mm) depth (inches) (Lbs.) number price
5.1/130 5.6 0.08 0OXS6X130 $6
7.1/180 6.1 0.11 0OXS6X180 6
9.8 /250 10.3 0.13 0OXS6X250 12
13/330 13.4 0.17 0OXS6X330 20
NOTE: Selector handles and shafts are not recommended for use with fusible switches over 30A
Shafts — for use with pistol handles .24 x .24" (6x6 mm)
. . . . Weight Catalog List
Shaft length (in/mm) Maximum mounting depth (inches) (Lbs.) — price
0OS30 0860 0S100 0S200
5.9/150 8.9 9.7 9.8 - 0.09 OXP6X150 $12
8.3/210 9.7 121 12.2 9.9 0.13 OXP6X210 16
11.4 /290 13.4 15.2 15.3 13.0 0.18 OXP6X290 20
14.2 /360 18.7 12.9 18.0 - 0.23 OXP6X360 24
16.9 /430 22.6 20.6 20.7 — 0.27 OXP6X430 28
Shafts — for use with pistol handles .47 x .47" (12x12 mm)
. . . . Weight Catalog List
Shaft length (in/mm) Maximum mounting depth (inches) (Lbs.) - price
0S400 0S600, OES800
11.0/280 13.8 14.9 0.77 OXP12X280 $36
12.8/325 15.6 16.7 0.9 OXP12X325 40
15.6 /395 18.3 19.4 1.1 OXP12X395 44
18.3 /465 21.0 221 1.32 OXP12X465 48
21.1/535 23.8 24.8 1.54 OXP12X535 52
® Mounting depth is distance from the outside of the door to the disconnect switch mounting plate. Shaft can be cut to desired length.
18.24 Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits Low Voltage Products & Systems
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Standard fusible accessories & Seo,
. . W 0,
Base & DIN rail mounted switches PSSR
Us,, Pa ¢
6.8
(]
Auxiliary contacts — snap-on mounting
Description For Use On Weight AC Therrnal amp| AC rated Catalog List
(Lbs.) rating voltage number price
Form C 1 N.O. & 1 N.C. 0S30 0.04 6 250 OA4B1C $ 40
1N.O. 0830 - 0S600 0.07 10 600 OA1G10 20
1N.C. 0830 - 0S600 0.07 10 600 OA3G01 20
Module for auxiliary 0S30 0.09 - - 0Sz4 20
contacts 0S200 - OS600 0.10 - - OEA28 50
OS30FAJ12 with auxiliaries Auxiliary contacts — front mounting
Description For Use On Weight AC Thermal amp| AC rated Catalog List
(Lbs.) rating voltage number price
1N.O. +1N.C. 0.20 10 600 OZXK-1 $100
2N.O. +2N.C. OES800 0.26 10 600 0OZXK-2 170
4 N.O. +4 N.C. 0.40 10 600 0OZXK-3 340
2 N.O. 0.18 10 600 OZXK-4 100
4 N.O. OES800 0.25 10 600 OZXK-5 170
8 N.O. 0.4 10 600 OZXK-6 340
OA1G10, OA3GO1
Mounting & installation considerations
Form C contacts mount directly to switch
0s30 Maximum two Form C contacts
OA1G10 (1 N.O.) + OA3GO01 (1 N.C.) require mounting base
Maximum 6 OA1G10 + OA3G01 contacts with mounting base 0SZ4
¢ Mounting to left side of switch with OEA28 module: Maximum 8 contact blocks
0S60 - 600 . ’ . )
Mounting under mechanism cover: Maximum 4 contact blocks
OEA28
Terminal lugs
For Use On Wire Size Wire Type Lugs/Kit Catalog number List price
0S100 #14 - 2/0 Cu/Al 6 OZXA-24 © $24
#4 - 300 kemil 6 0OZXA-200 80
0S200 #4 - 300 kemil Cu/Al 3 0OZXA-200/3 40
(6) 14-6 AWG 3 OZXA-206/S 200
#2 - 600 kemil 6 OZXA-400 190
OZXA-24 0S400 (2) #2 - 300 kemil Cu/Al 6 OZXA-402 210
(2) #2 - 500 kemil 6 OZXA-33 375
(2) #2 - 600 kemil 6 OZXA-800 360
0S600 (2) - 600 kemil CuwAl 3 OZXA-800/3 180
(12) #14 - 6 kemil 3 OZXA-175/400 270
OES800 (2) #2 - 600 kemil Cu/Al 6 OZXA-27 380
(2) #2 - 600 kemil 3 OZXA-27/3P 190
OZXA-27
OZXA-175/400
@ Not suitable for use on cable operated flange version of 0S100.
Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 18.25
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Standard fusible accessories
Base & DIN rail mounted switches

A A A

0SS160T3

w

0SS200G1S/3
0SS200G1L/3

OESA-ZX70
OESA-ZX123
OESA-ZX125

OFM )
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—
0OSC60J_ CXBY68362

A

7 lllll}
|
I}

/|

[
1
el

OESA-ZX271 OESA-ZX272
OESA-ZX216 OESA-ZX196

Additional poles

- Weight AC Thermal AC rated Catalog List
Description For use on . .
(Lbs.) amp rating voltage number price
0S30 0.45 30 600 OESA-ZX171 $ 40
- Detachable neutral 0560 0.13 63 600 | OSZ1 50
or DIN rail 0S100 0.31 125 600 0Sz2 50
OES800 1.19 800 600 OESA-ZX88 160
Terminal shrouds ©
- Weight Catalog List
Description For Use On (Lbs.) number wiee
Terminal shroud for one pole 0S100 0.04 0SS160T1 $20
Terminal shroud for 3 poles 08100 0.04 0SS160T3 60
3 pole long type shrouds 08200 0.20 0SS200G1L/3 50
3 pole short type shrouds 08200 0.13 0SS200G1S/3 50
4 Pole long type shrouds 0S200 0.26 0SS200G1L/4 65
4 pole Short type shrouds 0S200 0.18 0SS200G1S/4 61
08400 0.13 0SS403 190
3 Pole includes one shroud for line or load side @ 0S600 0.11 0SS603 220
OES800 0.11 OESA-ZX125 160
Fuse monitors
Blown fuse indicators/monitors
For Use With Rated Voltage Weight (Ibs) Catalog number List price
100-240 0.31 OFM240 $ 290
0S30-600 and OES800 380-600 0.31 OFM600 290

Suitable for 1 or 3 phase circuits. Includes 1 N.O. and 1 N.C. auxiliary contacts and red & green

Fuse Monitor Mounting Accessories

LED lights for indication.

For Use With Crimp Terminal size (mm) Catalog number List price
0830-200 2.8-0.8 OFMZX2 $20
0S400-600, OES500 6.3-0.8 OFMZX4 70
Includes 6 crimp terminals
Fuse carriers/covers
Description For Use on Catalog number List price
CC fuse carrier (Qty. 1) OS30AFCC_ OESAZD48 $50
J fuse carrier (Qty. 1) OS30AFJ_ OESAZD28 50
Solid link carrier (Qty. 1) 0S30_ OESAZD55 50
Removable fuse carrier (Qty. 3) 0S60J12 0OSC60J3 60
Removable fuse carrier (Qty. 4) 0OS60J22F 0SC60J4 200
Transparent fuse cover 0S100 CXBY68362 20
Fuse Cover 0S200 CXBY68674 20
2 pole fuse cover OESA-ZX216 180
3 pole fuse cover OES800 OESA-ZX196 260
4 pole fuse cover OESA-ZX197 350
Fuse Cover Interlock - prevents fuse cover from R
being opened when the switch is in the ON position OES800 e o0

@ ABB switches are IP20 touchsafe as standard. Terminal shrouds provide an extra degree of protection.

@ For 4 pole shrouds, please consult factory.

OESA-ZX273
OESA-ZX197
18.26
1SXU000023C0202
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Standard fusible accessories . Seo,
. . W 0,
Base & DIN rail mounted switches PSSR
Us,, Pa ¢
b,
o
Miscellaneous accessories & replacement parts
Shaft accessories
Accessory Type Description For Use On Weight Catalog number List price
Shaft Adapter | Adapts one end of a6m shaftto 12mm (use | g\ spats | 02 | OETL-zK19 $40
with shaft extension coupler)
y Shaft Extension | Joins two shafts together for applications where| 6mm shafts 0.26 OESA-ZX167 56
Coupler extended length is required 12mm shafts 0.26 OETL-ZX95 100
OHZX10 N - N T
. Fits all pistol grip handles, mounts on the inside| . R
Shaft Guide of the enclosure door with provided hardware pistol handles ozl e
Locking accessories
% Accessory Type Description For Use On Weight Catalog number List price
for Kirk Key, Castell, Low & Fletcher and Ronis
h ’ ). ; 0S60-0S200 0.25 OETL-ZW16 $ 190
Cam Attachment mter!ock. Forl adapt_mg to the interlock system. 0S400-0S600 0.9 OETL-ZW5 190
OETL-ZX95 The interlock is not included.
Closed circuit principle for interlocking the
switch movement. When the coil circuit is
dead, A-types cannot be operate to O-position
Electrical and L-types cannot be operated to ON- or OES800 2.42 OETL-ZT80AA 1280
Interlock OFF-position. Coil voltages 110VAC, 220 VAC, ! OETL-ZT80LA 1220
24VDC, 48VDC, 60VDC, 110VDC, 220VDC,
P-15W U =0.7 - 1.1 Un (U = coil voltage, Un =
nominal voltage)
A = Coil Voltage
Shorting bars
Description For Use On AC threartri:zl amp AC rated voltage Catalog number List price
Dummy Fuse 0S60 60 600 OESA-ZD54 $ 50
Solid links: metal stra 0S100 100 600 OESA-ZS36 24
’ P 0S200 400 600 OESA-ZK98 23
T type fuse adapter kit
For Use on For Use with AC thermal amp  AC rated Poles Catalog number List price
rating voltage
OETL-ZW16 OES800 300 & 600V Class T fuse 800 600 3 OESA-ZX1-L8T6| $280
Replacement parts
O ltem Description For use on Catalog number List price
Terminal cover Covers terminal below fuse carrier 0S30_ CXBY67121 $10
O Phase Barrier - 0S200 CXBY68794 15
Shaft Set Screw - 0S30_ FLSWM5X8AX 2
DIN rail
|
OESA-ZX1-J1T6
Low Voltage Products & Systems Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 18.27
1SXU000023C0202
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¢ Special configurations

N\
o e?
o Shaft operated flange
OF o
N 30A - 100A
For a complete assembly, please select one of each.
¥ Pew
4 (= = & |
(32 = - e e
_ e 9 9 @
; /i e | t
Switch Handle Shaft Lug kit (as required)
30A -100A Flange operated fusible switches (Shaft) — 3 pole
UL general Maximum horsepower rating
purpose UL fuse type Catalog List
amp rating 600V Three phase number price
A 240V 480V 600V
30 J 75 15 20 OS30FAJF30 $ 500
30 CC 75 15 20 OS30FACCF30 500
60 J 15 30 50 0OS60JF30 590
100 J 30 60 75 0OS100JF30 690
OS30FAJF30
Flange handles
UL/ NEMA type Marking Defeatable Padlockable S::Loegr erll(s:te
e "ﬁ‘*’ 1, 3R, 12 OFF/ON Yes Yes DSFHN-HS12 $ 156
I ( = 4, 4X OFF/ON Yes Yes DSFHN-HS4 240
‘fé-*" Shafts
* ; . . Catalog List
K For use with: Maximum enclosure depth (inches) number price
/P . Ty
- j 16 DSFHS-12 $28
. > (5 0OS30_- 0S100_ 21 DSFHS-17 40
[~ “‘ 265 DSFHS-22 52
A .. . - LA
w et |
e\
Terminal lug kits and accessories
DSFHN-HS__ Catal List
i . s ) atalog isf
For use on: Description Wire size Wire type Qty. s price
0S30_ Lug #18 - #8 Cu -- Integral -
0S60_ Lug #14 - #4 Cu -- Integral -
0S100_ Lug #14 - 2/0 Cu/Al 6 OZXA-24 $24
0S30_- 0S100_| Aux. Contact 1NO 1 OA1G10 20
Aux. Contact 1NC 1 OA3G01 20
DSFHS-__ ~
0S30_ Adapter Needed for mounting aux. Contacts on OS30_ 1 0Sz4 20
0S100_ Shroud Includes one set of 3 for use on line or load side 1 0SS160T3 60
m
wgaay
ﬁs‘ Door hardware NEMA 12
=" Catalog List
% ftem number price
l s Safety door latch, 2 point, door less than 40” high KDH2R $ 200
Safety door latch, 3 point, door greater than 40” high KDH3R 225
OZXA-24
Flange operated fusible and non-fusible disconnect switches
ABB’s solution for complying with the new NFPA79 requirements is Flange Operated Fusible and Non-fusible Disconnect
Switches.
y | New 2002 NFPA 79 changes requires main disconnecting means to be operable without the use of accessory tools or de-
i vices, independent of door position. This code also includes an interlocking provision to prevent the closing of disconnects
while the enclosure door is open, unless an interlock is operated by a deliberate action.
’ The flange operated disconnect switches are available as ridged shaft or flexible cable operated versions. The cable oper-
y ated version allows you to install the disconnect switch anywhere in the enclosure depending on the length of the cable.
Cables are available in lengths up to 84 inches.
OAIG_ The designs are cost-effective NFPA 79 solutions offering quick and easy installation.
18.28 Discount schedule H4 [D4]: Fusible 30 - 100A Low Voltage Products & Systems
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- - - )
Special configurations Sco
s
Cable operated flange R, Lop, "oy
6‘/'6/ Qo
30A - 200A 6
For a complete assembly, please select one each of the following:
s s s
. @ @
. @ @
S
Switch = Handle Cable Lug kit (as required) Operating mechanism
Fusible
Maximum horsepower rating
UL general UL fuse type Catalog List
purpose amp rating 600V Three phase number price
240V 480V 600V
30 J 7.5 15 20 OS30FAJ12 $ 280
30 CC 7.5 15 20 OS30FACC12 280
60 J 15 30 50 0S60J12 380
100 J 30 60 75 OS100AJ30 920
200 J 60 125 150 0S200J30 1,380
05200403 Flange handles — UL98; File #£101914
For use with: Environmental Catalog List
rating number price
NEMA 1, 3R, 12 OHF1C12 $213
0830_12, 0S60J12, OS100AJ30, 0OS200J30
NEMA 4, 4X OHF1C4 243
Flexible cables
. Catalog List
For use with: Ce}?r:i':;)gth mumber e
OHF1C12 36 OXG1L36 $11a
48 OXC1L48 146
0830_12, 0S60J12, OS100AJ30, OS200J30 60 OXC1L60 160
72 OXC1L72 175
84 OXCc1L84 204
Operating mechanisms
. Catalog List
OXGIL36. For use with: - price
OXC1L84 OS30AFJ12, OS30AFCC12 MKCS2 $135
0S60J12 MKCS3 162
0OS100AJ30, 0S200J30 MKCS4 171
- Terminal lug kits
[ . [ . [ . For use Wire Wire Description Lugs Catalog List
| | | with size type P per kit number price
e e e #4 — 300 Kemil Cu/Al - 6 OZXA-200 $80
17 17 17 OS100AJ30 :
) ) ) 0S200J30 #4 - 300 Kemil Cu/Al - 3 OZXA-200/3 40
(6) #4-6 AWG Cu/Al Distribution lug 3 OZXA-206/S 200
Lug Kit
Door hardware NEMA 12
Catalog List
ltem number price
Safety door latch, 2 point, door less than 40” high KDH2R $ 200
Safety door latch, 3 point, door greater than 40” high KDH3R 225
0OZXA-200
Discount schedule H3 [D3]: Fusible 30A - 100A
Discount schedule H6 [DH]: Handles, shafts, accessories and lug kits
Low Voltage Products & Systems Discount schedule H5 [D5]: Fusible 200A - 800A 18.29
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Other configurations
High speed fuse pattern
QPR Special type fuses

For a complete assembly,

please select one of each: o B
. 'y -
1 switch body o |
. -
1 adapter kit O e s
1 shaft -
By
1 handle OESA_R_ + OESAZX_ + OXP_ + OH_
Selecting switch bodies and adapter kits
A Please select switch body and adapter kit according to your fuses. Switch body alone can not be used — an
adapter kit is always needed.
— — Switch bodies — 200A through 800A
Maxi . Max. allowed
uL aximum horsepower rating fuse power
general purpose Three phase dissipation at| Weight Catalog List
amp rating 240V 480V 600V rated current (Ibs) number price
3 pole
200 60 125 150 22W 15.21 OES200R03
400 125 250 350 45W 17.20 OES400R03 (0]
- 600 200 400 500 60W 37.48 OES600R03
American standard 800 250 500 600 65W 37.48 OES800R03
4 pole
200 60 125 150 22W 17.4 OES200R04
400 125 250 350 45W 19.4 OES400R04 (0]
a9 T T e 600 200 400 500 60W 46.3 OES600R04
| 800 250 500 600 65W 46.3 OES800R04
+ E* Fuse adapter kits — for switches OES200 - OES400
For 3 pole switch For 4 pole switch
Fuse standard Catalog List Catalog List
/_ number price number price
) OESAZX1-S4 OESAZX1-S4/4
— 4 |—2 American standard OESAZX1-85 OESAZX1-S5/4
/ DIN8O (DIN43653) OESAZX1-S7 OESAZX1-S7/4
. H DIN8O sizes 00 and 000 (DIN 43653) OESAZX1-S9 OESAZX1-S9/4
DIN 43653 DIN110 (DIN43653) OESAZX1-S2 0} OESAZX1-S2/4 0}
DIN140 (DIN43653) OESAZX1-S6 OESAZX1-S6/4
m- _‘I-— Flush-end, 70mm body OESAZX1-S8 OESAZX1-S8/4
Flush-end, 50mm body OESAZX1-S3 OESAZX1-S3/4
French OESAZX1-S10 OESAZX1-S10/4
French with micro switches OESAZX1-S11 OESAZX1-S11/4
- Fuse adapter kits — for switches OES600 — OES800
For 3 pole switch For 4 pole switch
- Fuse standard Catalog List Catalog List
1 number price number price
American standard OESAZX2-S4 OESAZX2-S4/4
H DIN8O, DIN 110, DIN 140 (DIN43653) OESAZX2-S2 OESAZX2-S2/4
Flush end Flush-end, 50mm and 70mm body OESAZX2-S3 © | OESAZX2-S3/4 o)
French OESAZX2-S5 OESAZX2-S5/4
French with micro switches OESAZX2-S6 OESAZX2-S6/4
" :+ Handles and shafts — see pages 18.87 — 18.88.
I Selecting the right fusible disconnect for HSF fuses may be difficult. Due to UL restrictions it is not possible
|__| i to give a general fuse selection table for your use. Therefore we ask you to contact ABB Inc., Wichita Falls, in
—————— application issues. Information needed is nominal current of the application and catalog number of the fuse.
I 1
-French style i
@ Consult Factory.

Discount schedule H4 [D4]: Fusible, 30A — 100A
18.30 Discount schedule H5 [D5]: Fusible, 200A - 800A Low Voltage Products & Systems
1SXU000023C0202 Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits ABB Inc. » 888-385-1221 » www.abb.us/lowvoltage




Other configurations & Seo
. W, 7,
High speed fuse pattern PSSR
) Us, 6% ¢
Standard switches (7N
For a complete assembly,
please select one switch
catalog number which
includes:
Switch body + shaft + handle
Selecting switch bodies
. There are some HSF fuses that fit in standard pattern fusible disconnects, no adapter kits needed.
DIN-style fusible disconnects — 32A through 800A®
uL
general purpose AC23A rated operational power in kW Fuse Weight Catalog List
H amp rating 230V 400V 500V 690V type (Ibs.) number price
3 pole
30 9 15 22 30 DIN 000, 00 2.9 0OS32RD12
60 18.5 30 37 60 DIN 000, 00 2.9 0OS63RD12
100 45 80 110 132 DIN 000, 00 3.3 OS160RD03
E— I— 100 45 80 110 132 DIN 43653: 000/80 3.3 0OS160RD0380 ®
200 70 132 170 230 DINO, 1 16.1 OESA250RD3
400 110 210 280 330 DINO, 1,2 18.3 OESA400RD3
DIN 43620 600 180 315 400 540 [DIN3 35.2 | OESAG30RD3
800 200 350 470 600 DIN 3 39.6 OESA800RD3
4 pole
30 9 15 22 30 DIN 000, 00 3.5 0OS32RD22
60 18.5 30 37 60 DIN 000, 00 3.5 0OS63RD22
100 45 80 110 132 DIN 000, 00 4.0 0OS160RD04
100 45 80 110 132 DIN 43653: 000/80 4.0 0OS160RD0480 (©]
NE | 200 70 132 170 230 DINO, 1 18.1 OESA250RD4
C Style 400 110 210 280 330 DINO, 1,2 20.7 OESA400RD4
600 180 315 400 540 DIN 3 46.3 OESA630RD4
800 200 350 470 600 DIN 3 52.9 OESA800RD4
NFC-style fusible disconnects — 25A through 125A@
uL . .
general purpose AC23A rated operational power in kW Fuse Weight Catalog List
amp rating 230V 400V 500V 690V type (Ibs.) number price
3 pole
30 6 11 14 22 NFC 10x38 1.54 OS25FRF1210
30 8 14 18 25 NFC 14x51 1.54 OS32RF1214
60 18.5 30 37 60 NFC 14x51 2.90 OS63RF1214 ®
100 37 60 80 110 NFC 22x58 3.30 0OS125RF0322
100 45 80 110 132 NFC 27x60 3.30 OS160RF0327
4 pole
30 6 11 14 22 NFC 10x38 2.00 OS25FRF2210
30 8 14 18 25 NFC 14x51 2.00 OS32RF2214
60 18.5 30 37 60 NFC 14x51 3.50 OS63RF2214 ]
100 37 60 80 110 NFC 22x58 4.00 OS125RF0422
100 45 80 110 132 NFC 27x60 4.00 OS160RF0427

issues.

® Consult factory.

@ 0832 - 08160 include handle OHB65J6 and shaft OXP6X161.
OESA250 - OESA400 include handle OHB125J12 and shaft OXP12X250.
OESA630 - OESA800 include handle OHB145J12 and shaft OXP12X250.

@ 0825 - 0S125 include handle OHB65J6 and shaft OXP6X161.

Discount schedule H4 [D4]: Fusible, 30A — 100A

Low Voltage Products & Systems

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage

Discount schedule H5 [D5]: Fusible, 200A — 800A
Discount schedule H6 [DH]: Handles, shafts, accessories & lug kits 1SXU000023C0202

Selecting the right fusible disconnect for HSF fuses may be difficult. Due to UL restrictions it is not possible to give a general
fuse selection table for your use. Therefore we ask you to contact ABB Control Inc., Wichita Falls, regarding application
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Other configurations
o e BS fuse pattern ©
S D0A — 800A

BS fuse pattern switches (20A - 32A)
Handle and shaft included
Catalog number Rated op. current/ Fuse Fuse
number of poles Rated op. power type and standard
415V 690V size
OS20FB12A1 3
0S20FB22A1NT 3 + non-fused neutral 1200& 15230@\/ 2A01 "
OS20FB22A1F 4
0OS32B12A1 3 BS 88-2
0S32B22A1N1 3 + non-fused neutral 1352ka 222@\, 321 N IEC 269-2-1
0OS32B22A1F 4
0S32B12A2 3 32A 32A A2
0S32B22A2N1 3 + non-fused neutral 15 kW 25 kW 32A
0S32B12F1 3 32A 32A F1 BS 88-6
0S32B22F1N1 3 + non-fused neutral 15 kW 25 kW 32A a
BS pattern switches (32A — 800A)
Handle and shaft included
Fuse covers included for 200A — 800A
0863812 Rated Rated operational current/ Weight
number opera- Iy Rated operational power in with
Catalog of poles tional (open) category AC23A, [EC947 [A/kW] pack-
number voltage age
AC23/[V] Al 230V 400V 415V 500V 690V [kg]
82223;5’\” ?@ 500 32 32/7.5 32/11 32/15 32/15 - 1 g
82222;3,\” 3 690 63 63/15 63/30 63/30 63/30 401/30 :]‘ 2
0S100B12 3 1.5
0S100B13 4@ 1.8
0S100B01 1 690 125 100/30 | 100/55 | 100/55 | 100/70 | 501/45 09
0S100B11 2 1.9
0S160B12 3 1.5
0S160B13 4 1.8
0S160B01 1 690 160 100/30 | 100/55 | 100/55 | 100/70 500/45 0.9
0S160B11 2 1.2
0S200B3 3 71
0S200B4 40 690 200 200/57 |200/100 [200/110 |200/140 |200/180 8.2
0S200B1 1 5.1
0S200B2 2 6.1
0S250B3 3 741
0S250B4 4@ 690 250 250/70 | 250/132 [250/140 |250/170 |250/230 8.2
0S315B3 3 7.9
0S315B4 40 8.9
0531581 1 690 315 315/90 |315/100 |315/100 |315/220 |315/290 | 59
0S315B2 2 6.9
0S400B3 3 8.3
0S400B4 4@ 9.4
0S400B1 1 690 400  |400/110 |400/210 |400/230 |400/280 |400/330 | g3
0S200B3 0S400B2 2 7.3
0S630B3 3 16.0
0S630B4 49 690 630 630/180 | 630/315 |630/340 |630/400 |630/540 21.0
0S630B1 1 6.5
0S630B2 2 11.0
0S800B3 3 18.0
0S800B4 4@ 690 800 800/200 | 800/350 |800/380 |720/470 |720/600 [ 24.0
0S800B1 1 6.7
0S800B2 2 12.3
//l“\\\ . . .
Z--=amw  BS fuses are widely used in UK, South-Africa,
- .
m Australia and Hong Kong
[ 4
A\ \ ]/ /4
A\\/ /<&
® Please consult factory for additional information.
@ The fourth pole is provided with a solid link which can be replaced with a fuse.
18.32 Discount schedule H4 [D4]: Fusible, 30A —100A Low Voltage Products & Systems

Discount schedule H5 [D5]: Fusible, 200A - 800A
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Other configurations NS
o0
DIN fuse pattern ® &, ey 0, .
32A - 800A e
(3
DIN pattern switches (32A - 800A)
Handle and shaft included
Rated operational current/ Weight
Catalog Number Opera- lth Rated operational power in with
number of poles tional (open) category AC23A, IEC947 [A/kW] pack-
age
AC23/[V] [A] 230V 400V 415V 550V 690V [ka]
08S32D12 3 1.3
0OS32D22N1 3 + non-fused neutral 690 32 32/7.5 | 32/11 32/15 32/15 — 1.6
0S32D22F 4 1.6
0S63D12 0S63D12 3 1.3
0S63D22N1 3 + non-fused neutral 690 63 63/15 | 63/30 63/30 63/30 40/30 1.6
0OS63D22F 4 1.6
0S125D12 3 1.5
0S125D22N1 3 + non-fused neutral 1.8
0S125D22F 4 690 125 100/30 | 100/55 100/55 | 100/70 | 50/45 1.8
0S125D01 1 0.9
0S125D11 2 1.2
0S160D12 3 15
0OS160D22N1 3 + non-fused neutral 1.8
0S160D22F 4 690 160 100/30 | 100/55 100/55 | 100/70 50/45 1.8
0S160D01 1 0.9
0S160D11 2 1.2
0S250D3P 3 7.3
0S250D4P 3 + non-fused neutral 8.2
0OS250DF4P 4 690 250 250/70 |250/132 | 250/140| 250/170 | 250/230 8.2
0S250D1P 1 5.5
0S250D2P 2 6.4
0OS400D3P 3 8.3
0S400D4P 3 + non-fused neutral 9.4
OS400DF4P 4 690 400 400/110{400/210 | 400/230| 400/280 | 400/330 9.4
0S400D1P 1 6.3
0S400D2P 2 7.3
0S630D3P 3 16.0
0S630D4P 3 + non-fused neutral 21.0
OS630DF4P 4 690 630 630/180(630/315 | 630/340 | 630/400 | 630/540 21.0
0S630D1P 1 6.5
0S630D2P 2 11.0
0OS800D3P 3 18.0
0S800D4P 3 + non-fused neutral 24.0
OS800DF4P 4 690 800 800/200 |800/350 | 800/380 | 720/470 | 720/600 24.0
0S250P3P 0S800D1P 1 8.5
0OS800D2P 2 13.0

oy DIN fuses are mainly used in continental Europe
mu (excluding France below 125A), Asia, Africa and

AN\ 1774
A\ /

@ Please consult factory for additional information.

Low Voltage Products & Systems Discount schedule H4 [D4]: Fusible, 30A — 100A 18.33
ABB Inc. » 888-385-1221 » www.abb.us/lowvoltage Discount schedule H5 [D5]: Fusible, 200A — 800A 1SXU000023C0202




Other configurations
NFC fuse pattern
63A — 125A, 14x51 & 22x58

NFC fuse pattern switches (cylinder) (10x38) (14x51)
Handle and shaft included

Catalog number R:teddoperatipnal Icurrent/ Fuse ’ Fuse
number of poles ated operational power typg an standard
415V 690V size
0OS25FF1210 3
0S25FF2210N1 3 + non-fused neutral 1225ka 235@\, 125"28 IEC 269-2-1
OS25FF2210F
OS32FF1214 3
32A 32A 14 x 51
OS32FF2214N1 3 + non-fused neutral
OS32FF2214F 4 15 kW 25 kW 32A IEC 269-2-1
NFC fuse pattern (cylinder fuse links), (14x51 & 22x58)
Handle and shaft included
Rated Weight
number opera- I Rated operational power in with
Catalog of poles tional (open) category AC23A, IEC947 [A/kKW] pack-
number voltage age
AC23/[V] [A] 230V 400V 415V 550V 690V [kal
OS50F12 3 690 50 50/15 50/25 50/25 50/33 50/45 1.3
0S63F12 OS50F22F 4 690 50 50/15 50/25 50/25 50/33 50/45 1.6
OS63F12 3 690 63 63/18.5( 63/30 63/30 63/37 63/60 1.3
OS63F22F 4 690 63 63/18.5( 63/30 63/30 63/37 63/60 1.6
OS100F03 3 2.2
OS100F04F 4 690 125 100/30 | 100/45 | 100/55 | 100/60 | 100/90 2.8
OS100F04N1 3 + non-fuse N 2.8
0S125F03 3 690 1.3
OS125F04F 4 690 125 125/37 | 125/60 | 125/60 | 125/80 |125/110 1.6
OS125F04N1 3 + non-fuse N 690 1.6
AN ; ;
y =mn NFC fuses are used in France and in French
m . .
we cmmmm Speaking Africa
0S125F03 AV W Y A
A\ \ ||/ /4
A\

@ Please consult factory for additional information.

18.34
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0S800 se
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R e CF
S/é ¥ Qo
(N
0S800
2 Pole 3 Pole 4 Pole
UL Fuse . . .
UL general gurpose type Catalog number L'.St Catalog number LI.St Catalog number LI.St
amp rating 600 V price price price
0OS800L03
800 L 0S800L02 $ 3605 0OS800L30 $ 4760 OS800L04F $ 5950
0OS800L12
1200 L 0S1200L02 4280 0S1200L03 12,200 OS1200L04F 14,640
T-Style handles — for use with .47 x .47" (12x12mm) shafts ®
; Catalog List
UL/NEMA Type IEC Type Color Marking Length Defeatable Padlockable T e
1,3R, 12 1P65 Black O/l & Off/On 2x200 Yes Yes OHB200J12P $ 140
Shafts for use with T-Style handles — .47 x .47" (12x12mm)
Shaft Maximum mounting Weight Catalog List
length depth (Lbs.) number price
11.0/280 15.2 0.77 OXP12X280 $36
12.8/325 17.0 0.90 OXP12X325 40
15.6 /395 19.7 1.10 OXP12X395 44
18.3 /465 22.4 1.32 OXP12X465 48
21.1/535 25.2 1.54 OXP12X535 52
Terminal lugs
For use on Wire Wire Lugs per Catalog List
size type kit number price
0S1200 (4) #2-600 kemil Cu/Al 6 OZXA-1200 $ 700
0S800 (2) #2 - 600 kemil Cu/Al 6 OZXA-800 360
(2) - 600 kemil Cu/Al 3 OZXA-800/3 180
Auxiliary contacts
- AC thermal AC rated Catalog List
Description For use on . .
amp rating voltage number price
1 NO OA1G10 $20
1 NC 0OS800 - 1200 10 600 OA3GO01 20
Module for contacts OEA28 50
Low Voltage Products & Systems 18.35
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AL IDIP Enclosed disconnect switches
M\ 6A - 3150A Non-fusible
30A - 800A Fusible

t switches

ISCONNnecC

SafeLine enclosed disconnect switches are designed to meet customer
requirements in terms of safety, ease of installation, space savings

and operational convenience. They are available in a wide range of
amperage ratings, are UL approved and NEMA rated to satisfy rugged
industrial environments.
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& eOT UL508 Enclosed switches

The eOT series of enclosed manual motor controllers are rotary operated, 3 pole, 600V Hp rated switches, housed in thermoplastic/polycarbonate
enclosures suitable for wet and corrosive environments.

NEMA 3R/12
Handle type Handle color Amp rating Aucxiliary contacts Catalog number erlzte
Selector Black 16 - EOT16U3P3-S $ 250
i Selector Black 40 - EOT32U3P3-S 300
Selector Black 60 -- EOT45U3P3-S 325
. Pistol Black 80 - EOT63U3P3-P 355
- === ] Selector Black 16 1NO EOT16U3P3-1S 305
Selector Black 40 1 NO EOT32U3P3-1S 370
Selector Black 60 1 NO EOT45U3P3-1S 405
Pistol Black 80 1NO EOT63U3P3-1P 435
Selector Red/Yellow 16 - EOT16U3P3-S1 250
Selector Red/Yellow 40 - EOT32U3P3-S1 300
Selector Red/Yellow 60 - EOT45U3P3-S1 325
[ Pistol Red/Yellow 80 - EOT63U3P3-P1 385
Selector Red/Yellow 16 1NO EOT16U3P3-1S1 305
Selector Red/Yellow 40 1 NO EOT32U3P3-1S1 370
EOT16USP3-S Sel_ector Red/Yellow 60 1 NO EOT45U3P3-1S1 405
Pistol Red/Yellow 80 1 NO EOT63U3P3-1P1 435
NEMA 4/4X
Pistol Black 16 - EOT16U3P4-P $ 270
Pistol Black 40 - EOT32U3P4-P 325
T Pistol Black 60 -- EOT45U3P4-P 365
Pistol Black 80 -- EOT63U3P4-P 385
. Pistol Black 16 1NO EOT16U3P4-1P 335
= Pistol Black 40 1NO EOT32U3P4-1P | 400
Pistol Black 60 1 NO EOT45U3P4-1P 445
Pistol Black 80 1NO EOT63U3P4-1P 475
Pistol Red/Yellow 16 -- EOT16U3P4-P1 270
Pistol Red/Yellow 40 - EOT32U3P4-P1 325
Pistol Red/Yellow 60 - EOT45U3P4-P1 365
Pistol Red/Yellow 80 -- EOT63U3P4-P1 385
o _— Pistol Red/Yellow 16 1NO EOT16U3P4-1P1 335
Y £ Pistol Red/Yellow 40 1 NO EOT32U3P4-1P1 400
: ) Pistol Red/Yellow 60 1 NO EOT45U3P4-1P1 445
EOT16U3P4-P Pistol Red/Yellow 80 1NO EOT63U3P4-1P1 475
Accessories for eOT16 - eOT63
Descrinti | | AC thermal | AC rated | Catalog List
escription For use on " .
amp rating voltage number price
Auxiliary contacts @
NO, mounts on right side of the switch only | cOT16 - 63 | 10 | 600 | OA1G10 $20
NC, mounts on left side of the switch only 10 600 OA1G01 20
4th pole ®
4th pole eO0T16 & 40 600 OTPS40FPN1 36
4th pole, late-break / early-make function e0T32 40 600 OTPL40FP 36
4th pole eOT45 & 80 600 OTPS80FP 44
4th pole, late-break / early-make function e0T63 80 600 OTPL80FP 44
@ Due to torque requirements, the eOT63 is equipped with a pistol handle for both 3X/12 & 4/4X versions.
@ Maximum number of auxiliary contacts: 2NO + 1NC.
® Only one additional pole per switch.

18.38 Discount schedule H1E [DA] — Non-fusible 16 - 100A Low Voltage Products & Systems
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eOT Enclosed switches 4/%;0,,,)
. . . (Y
Approximate dimensions é})o/7~)g/§6e@ R
(o) %
eOT16_ - eOT45U Rsq O%
eO0T16_, eOT32_ (enclosure size 1)
LU QF{,? Ro2s _%g {#}T
7 T — . \ t13,5925
1,18
30
e %i
e ——
3,94 3,19
700 81 12
eOT45U_ (enclosure size 2 with selector handle)
n 148 3%
' 20 %
0.79
e J
88 1|
200 | |36
7.87
7.40
48 FET FAT
6.93
- ) D
AT T A R () oy
28777 ~ 407 3
138
5.43
eOT45U_ (enclosure size 2 with pistol grip handle)
5.75 188
20 7.40
— 0.79 &
e LI e
Ramn
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A
38 /SRR
6.93
- 0
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4.5
73
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5.84
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eOT Enclosed manual motor controllers
o‘%\ 9\0\66 Approximate dimensions
$0° \° eOT63

6“

eO0T63_ (enclosure size 3 with pistol grip handle)

mm 210 189

in 827 1g9 , 205 20 7 A4
7 T 744 [ o8t 0.79
I —y
L 2.36 238

9.37
]

=

5.91

N <

&

©N
w
N

| '

1"11/4" 1" 11/4"
6.6
0.2 O
f ] :
45
105 136 1.77
4137 535
181
712
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General information
Non-fusible, fusible & lockable

Y%,
Sy, 0
/1/0 ’fo ’7@
6)0/ O!S‘/é §
Oss,. /0
o

Non-Fusible

UL Listed to UL 508 and UL 98.
CSA approved

|IEC rated

CE marked

Snap on accessories include addi-
tional poles, auxiliary contacts, etc.

Enclosures available in plastic,
metal, or stainless steel in NEMA
1, 3R, 12, 4X, 7 & 9 environmental
categories

Modern appearance

Quick make, quick brake
mechanism

Heavy duty disconnect, 600VAC

Extremely compact size

Finger-proof construction. No
hazardous exposed parts

3/4/6/8 pole constructions; transfer
switches and by-pass switches
available

Fusible

UL Listed to UL 98 standards.
CSA approved

IEC rated

CE marked

Snap on accessories include fuse
monitors, auxiliary contacts, etc.

Enclosures available in plastic,
metal, or stainless steel in NEMA
1, 3R, 12, 4X, 7 & 9 environmental
categories

Fuse carriers available for US
standards, BS, DIN, NFC standard
and for various high speed fuse
patterns

Modern appearance

Quick make, quick brake
mechanism

Heavy duty disconnect, 600VAC,
200KA, Isc

Extreme compact size as fuse crri-
ers are decked above contacts

Double contacts enabling feed
from any direction and preventing
back feed

Finger-proof construction. No haz-
ardous exposed parts

3/4/6/8 pole constructions; transfer
switches and by-pass switches
available

Lockable

Clear position indications:
I-ON
O-OFF
Door interlocked when handle
padlocked to OFF position

Handle padlockable with up to
three padlocks

Low Voltage Products & Systems

Door interlocked when handle is in u

ON position. Door interlock can be
defeated by authorized personnel.

Pilot devices can be added

18.41
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N General information
O 0 Non-fusible, 16A - 3150A
O
<

Switch ratings, 16 - 3150 Amps, 600V

uL Maximum horsepower rating
General Single on e h
purpose ingle phase ree phase Wire size for terminal lugs For wire type Approval
amp rating 120V 200V 240V 200V - 208V 240V 480V 600V
16 1 2 2 3 5 10 10 #18 - 8 Cu CSA, UL
o 25 15 3 3 7.5 7.5 15 20 #18 -8 Cu CSA, UL
2 40 2 5 5 10 10 20 25 #18 -8 Cu CSA, UL
5 60 2 5 5 15 15 30 30 #14 -1 Cu CSA, UL
80 2 5 5 20 20 40 40 #14 -1 Cu CSA, UL
30 2 5 5 10 10 20 30 #14 -4 Cu CSA, UL
60 3 7.5 7.5 20 20 40 40 #14 -4 Cu CSA, UL
100 5 15 15 25 30 50 50 #8 -1/0 Cu CSA, UL
125 7.5 20 20 30 30 75 100 #8 - 1/0 Cu CSA, UL
200 — —_ — 60 75 150 200 #6 — 300 kemil Cu CSA, UL
3 400 — — — 100 125 250 350 #2 — 600 kemil Cu CSA, UL
5‘ 600 — — — 150 200 400 500 (2) #2 — 600 kemil Cu CSA, UL
800 — — — 200 250 500 600 (2) #2 — 600 kemil Cu/Al CSA, UL
1200 —_ —_ - —_ — — —_ (4) #2 — 600 kemil Cu/Al CSA, UL
1600 — — — — — — — (4) #2 — 600 kemil Cu/Al CSA, UL
2000 — — — — — — — (8) #2 — 600 kemil Cu/Al CSA, UL
3150 © — —_ — — —_ — —_ (8) #2 — 600 kemil Cu/Al IEC
Handle ratings, 16 - 3150 Amps, 600V
Amperage range ?;:;Iee NEMA Color Marking Defeatable Padlockable Catal:gfﬂ: mber Sj;?éoegr
Selector 1,3R,12 Black BJ OHBS2AJ
Selector 1,3R,12 Red/Yel YJ OHYS2AJ
Pistol 1,3R,12 Black B6 OHBS65J6
16-100 Pistol 13R12 Red/Yel /1’8 OFF/ON Yes Yes Y6 OHYS65J6
Pistol 1,3R,4,4X,12 Black B6 OHBS65L6
Pistol 1,3R,4,4X,12 Red/Yel Y6 OHYS65L6
1,3R,12 Black B6 OHB65J6
. 1,3R,12 Red/Yel Y6 OHY65J6
125 - 200 Pistol 1,3R.4,4X.12 Black O/l & OFF/ON Yes Yes B8 OHBSOL6
1,3R,4,4X,12 Red/Yel Y8 OHY80L6
1,3R,12 Black Yes B4 OHB145J12
1,3R,12 Red/Yel Yes Y4 OHY145J12
1,3R,12 Black Yes B7 OHB175J12
1,3R,12 Red/Yel Yes Y7 OHY175J12
400 - 3150 Pistol 1,3R,4,4X,12 Black O/l & OFF/ON Yes Yes B4 OHB145L12
1,3R,4,4X,12 Red/Yel Yes Y4 OHY145L12
1,3R,4,4X,12 Black Yes B7 OHB175L12
1,3R,4,4X,12 Red/Yel Yes Y7 OHY175L12
1,3R,4,4X,12 Metal No 8 YASDA-8
) 1,3R,12 OHB80J6EO11
16 - 200 Pistol 1,3R.4,4X.12 Black 1/0/11 Yes Yes B8 OHB8OLEE0T1
! 1,3R,12 OHB145J12E011
400 Pistol 1,3R.4,4X.12 Black 1/0/11 Yes Yes B4 OHB145L12E011
Pistol 1,3R,12 Black Yes B7 OHB175J12E011
Pistol 1,3R,4,4X,12 Black Yes B7 OHB175L12E011
400 - 3150 Metallic 1,3R4.4X12 Metal Vo No ves 21 YASDA-21
Metallic 1,3R,4,4X,12 Metal No 6 YASDA-6

@ |EC rated only.
Discount schedule H1E [DA]: Non-Fusible, 16A — 100A

18.42 Discount schedule H2E [DB]: Non-Fusible, 125A — 800A

Discount schedule H3E [DC]: Non-Fusible, 1200A - 3150A
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General information St %,
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Fusible, 30A — 800A &%, 6% ¢
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Switch ratings
UL general . Maximum horsepower rating o . -
purpose Single phase Three phase Wire size for terminal lugs For wire type Approval ®
amp rating 120V 200V 240V 200V 208V 240V 480V 600V
30 2 3 5 5 7.5 7.5 15 20 #18-8 Cu CSA, UL
60 3 7.5 10 15 15 15 30 50 #14 - 4 Cu CSA, UL
100 5 10 15 25 25 30 60 75 #14 - 2/0 Cu/Al CSA, UL
200 - - - 50 50 60 125 150 #6 — 300 kemil Cu/Al CSA, UL
400 - - — 100 125 125 250 350 #2 — 600 kemil Cu/Al CSA, UL
600 - - — 150 150 200 400 500 (2) #2 — 600 kemil Cu/Al CSA, UL
800 - - — 200 200 250 500 600 (2) #2 - 600 kemil Cu/Al CSA, UL
Handle ratings
AT;? ;ge ?%I: NEMA Color Marking Defeatable Padlockable Catal(;gfz: mber Sj:g)e%
Selector 1,3R,12 Black BJ OHBS2AJ
Selector 1,3R,12 Red/Yel YJ OHYS2AJ
Pistol 1,3R,12 Black B6 OHBS65J6
30 Pistol 1,3R,12 Red/Yel O/1 & OFF/ON Yes Yes Y6 OHYS65J6
Pistol 1,3R,4,4X,12 Black B6 OHBS65L6
Pistol 1,3R,4,4X,12 Red/Yel Y6 OHYS65L6
1,3R,12 Black B6 OHB65J6
1,3R,12 Red/Yel Y6 OHY65J6
. 1,3R,12 Black B8 OHB80J6
60 - 200 Pistol 13R 12 Red/Yel O/1 & OFF/ON Yes Yes v8 OHB80J6
1,3R,4,4X,12 Black B8 OHBB8O0L6
1,3R,4,4X,12 Red/Yel Y8 OHY80L6
1,3R,12 Black Yes B4 OHB145J12
1,3R,12 Red/Yel Yes Y4 OHY145J12
1,3R,12 Black Yes B7 OHB175J12
1,3R,12 Red/Yel Yes Y7 OHY175J12
400 - 800 Pistol 1,3R 4,4X,12 Black O/1 & OFF/ON Yes Yes B4 OHB145L12
1,3R,4,4X,12 Red/Yel Yes Y4 OHY145L12
1,3R 4,4X,12 Black Yes B7 OHB175L12
1,3R,4,4X,12 Red/Yel Yes Y7 OHY175L12
1,3R,4,4X,12 Metal No 8 YASDA-8
Pistol 1,3R,12 OHB65J6E011
30 1,3R4.4X.12 Black 1/0/11 Yes Yes B6 OHB65L6EO01 1
. 1,3R,12 OHB80J6EO11
60 - 200 Pistol 1,3R.4,4X.12 Black 1/0/11 Yes Yes B8 OHB8OLEEN11
Pistol 1,3R,12 Black Yes B4 OHB145J12E011
Pistol 1,3R,4,4X,12 Black Yes B4 OHB145L12E011
400 - 800 Pistol 1,3R,12 Black Vo Yes Yes B7 OHB175J12E011
Pistol 1,3R,4,4X,12 Black Yes B7 OHB175L12E011
Metallic 1,3R,4,4X,12 Metal No 21 YASDA-21
Metallic 1,3R,4,4X,12 Metal No 6 YASDA-6
@ Fusible switches are UL listed to the UL98 standard.
Low Voltage Products & Systems Discount schedule H4E [DD]: Fusible, 30A — 100A 18.43

Discount schedule H5E: [DE] Fusible, 200A - 3150A
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y °°°‘<\°'°\e 3 pole
O %y 16A — 3150A
o

NF32X-3PB6C

| g A

e

NF63X-3PB6A

3 Pole, 600V, 16A - 80A

Selector handle NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
1 16 NF161-3PBJC $185 NF163-3PBJC $ 259
Q | | | 25 NF251-3PBJC 190 NF253-3PBJC 264 Not Not
re} 40 NF321-3PBJC 205 NF323-3PBJC 279 available with available with
= f ff 60 NF451-3PBJB 245 | NF453-3PBJB 320| selector handle selector handle
80 NF631-3PBJA 280 NF633-3PBJA 354
3 Pole, 600V, 16A - 3150A
Pistol handle
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
A
16 NF161-3PB6C $ 235 NF163-3PB6C $ 309 NF164-3PB6A $475 NF16X-3PB6C @ $ 585
3 25 NF251-3PB6C 240 NF253-3PB6C 314 NF254-3PB6A 480 NF25X-3PB6C @ 590
S | | | 40 NF321-3PB6C 255 NF323-3PB6C 329 NF324-3PB6A 495 NF32X-3PB6C @ 605
= r r r 60 NF451-3PB6B 295 NF453-3PB6B 370 NF454-3PB6B 525 NF45X-3PB6B 635
< 80 NF631-3PB6A 330 NF633-3PB6A 404 NF634-3PB6A 550 NF63X-3PB6A 660
30 NF301-3PB6C 510 NF303-3PB6C 780 NF304-3PB6C 1,090 NF30X-3PB6C 1,200
60 NF601-3PB6C 560 NF603-3PB6C 830 NF604-3PB6C 1,140 NF60X-3PB6C 1,250
100 NF1001-3PB6B 610 NF1003-3PB6B 880 NF1004-3PB6B 1,190 NF100X-3PB6B 1,300
125 NF1251-3PB6A 1,100 NF1253-3PB6A 1,400 NF1254-3PB8A 2,800 NF125X-3PB8A 3,500
200 NF2001-3PB8B 1,300 NF2003-3PB8B 1,650 NF2004-3PB8B 3,520 NF200X-3PB8B 4,400
3 | | | 400 NF4001-3PB4B 2,600 NF4003-3PB4B 2,800 NF4004-3PB4B 6,400 NF400X-3PB4B 8,000
5' r r r 600 NF6001-3PB7B 4,800 NF6003-3PB7B 5,000 NF6004-3PB7B 9,600 NF600X-3PB7B 12,000
800 NF8001-3PB4A 8,000 NF8003-3PB4A 9,400 NF8004-3PB4A 15,200 NF800X-3PB4A 19,000
1200 NF12001-3PB4A | 10,000 NF12003-3PB4A 11,800 NF12004-3PB4A | 18,000 NF1200X-3PB4A (22,500
1600 NF16001-3P8A 19,000 NF16003-3P8A 20,800 NF16004-3P8A 30,400 NF1600X-3P8A 38,000
2000 NF20001-3P8A 23,000 NF20003-3P8A 25,000 NF20004-3P8A 35,200 NF2000X-3P8A 44,000
3150 ©® NF31501-3P8A 28,000 NF31503-3P8A 30,000 NF31504-3P8A 39,200 NF3150X-3P8A 49,000

NOTE:

All enclosed switches are provided with a black handle; however, most handles can be substituted with a red and yellow handle if desired. Please substitute

the handle suffix code (2nd and 3rd from last characters) with the red/yellow handle catalog number suffix from page 18.130. There is no additional price
adder for changing to a red/yellow handle of equal ratings and style.

EXAMPLE: A red/yellow selector handle for an NF161-3PBJA can be substituted for the black selector handle by using the "YJ" suffix instead of the "BJ" suffix, new

catalog #NF161-3PYJA.

@ |EC rated only.
@ New Washdown.

18.44

18XU000023C0202

Discount schedule H1E [DA]: Non-fusible, 16A — 100A

Low Voltage Products & Systems

Discount schedule H2E [DB]: Non-fusible, 125A — 800A
Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A
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16A — 3150A s Yo, O
S, sy S
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NF25P-3PY6A
3 Pole, 600V, 16A - 80A
Selector handle NEMA Enclosure type
12 Plastic 12 7&9
UL general purpose Catalog List Catalog List Catalog List
amp rating number price number price number price
16 NF16P-3PBJA $ 295 NF162-3PBJC $ 259 = =
16, oversize - - - - - -
© 25 NF25P-3PBJA 300 NF252-3PBJC 264 = =
2 [ 1] 25, oversize - - - - - -
3 ( ( [ 40 NF32P-3PBJA 315| NF322-3PBJC 279 - -
2 40, oversize — — — — — —
60 NF45P-3PBJB 350 NF452-3PBJB 320 = =
80 NF63P-3PBJA 380 NF632-3PBJA 354 = =
3 Pole, 600V, 16A — 3150A
Pistol handle NEMA Enclosure type
4X Plastic 12 7&9
UL general purpose Catalog List Catalog List Catalog List
amp rating number price number price number price
1 16 NF16P-3PB6A $345| NF162-3PB6C $ 309 NF167-3P $ 1,900
3 25 NF25P-3PB6A 350 | NF252-3PB6C 314 NF257-3P 1,925
S I I I 40 NF32P-3PB6A 365 | NF322-3PB6C 329 NF327-3P 1,950
= r r r 60 NF45P-3PB6B 400 | NF452-3PB6B 370 NF457-3P 3,600
80 NF63P-3PB6A 430 | NF632-3PB6A 400 NF637-3P 3,630
30 NF30P-3PB6B 875 | NF302-3PB6B 780 NF307-3P 4,150
60 NF60P-3PB6B 925 | NF602-3PB6C 830 NF607-3P 4,200
100 NF100P-3PB6B 975 | NF1002-3PB6B 880 NF1007-3P 4,250
125 NF125P-3PB8A 3,000 | NF1252-3PB6A 1,400 = C
I I I 200 NF200P-3PB8B 4,000 | NF2002-3PB8B 1,600 = -
& 400 NF400P-3PB4B 6,000 | NF4002-3PB4B 2,900 = -
5‘ r |/ r 600 NF600P-3PB7B 10,000 | NF6002-3PB7B 5,100 — -
800 NF800P-3PB4A 16,000 | NF8002-3PB4A 8,400 = -
1200 NF1200P-3PB4A | 19,000 [ NF12002-3PB4A 10,400 = -
1600 = - NF16002-3P8A 19,400 = =
2000 = ) NF20002-3P8A 23,400 = =
3150 = - NF31502-3P8A 28,400 = -
Low Voltage Products & Systems Discount schedule H1E [DA]: Non-fusible, 16A — 100A 18.45

Discount schedule H2E [DB]: Non-fusible, 125A — 800A
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Lo 2 pole ©®
X\ XS {0
O 125A - 3150A
$0(\ o°
<&
2 Pole, 600V, 125A - 3150A
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
125 NF1251-2PB6A $ 825 NF1253-2PB6A $ 1,050 NF1254-2PB8A $2,100 NF125X-2PB8A $ 2,625
200 NF2001-2PB8C 1,170 NF2003-2PB8C 1,485 NF2004-2PB8C 3,170 NF200X-2PB8C 3,960
400 NF4001-2PB4C 2,340 NF4003-2PB4C 2,520 NF4004-2PB4C 5,750 NF400X-2PB4C 7,200
© | | 600 NF6001-2PB7B 4,320 NF6003-2PB7B 4,500 NF6004-2PB7B 8,640 NF600X-2PB7B 10,800
3 r r 800 NF8001-2PB4A 7,200 NF8003-2PB4A 8,460 NF8004-2PB4A 13,680 NF800X-2PB4A 17,100
> 1200 NF12001-2PB4A 9,000 NF12003-2PB4A 10,620 NF12004-2PB4A | 16,200 NF1200X-2PB4A | 20,250
1600 NF16001-2P8A 17,100 NF16003-2P8A 18,720 NF16004-2P8A 27,360 NF1600X-2P8A 34,200
2000 NF20001-2P8A 20,700 NF20003-2P8A 22,500 NF20004-2P8A 31,680 NF2000X-2P8A 39,600
3150 NF31501-2P8A 25,200 NF31503-2P8A 27,000 NF31504-2P8A 35,280 NF3150X-2P8A 44,100
2 Pole, 600V, 125A - 3150A
NEMA Enclosure type
4X Plastic 12
UL general purpose Catalog List Catalog List
amp rating number price number price

125 NF125P-2PB8A  |$ 2,250 NF1252-2PB6A $ 1,050

200 NF200P-2PB8C 3,600 NF2002-2PB8C 1,440

400 NF400P-2PB4C 5,400 NF4002-2PB4C 2,610

@ 600 NF600P-2PB7B 9,000 NF6002-2PB7B 4,590

5 | | 800 NF800P-2PB4A 14,400 NF8002-2PB4A 7,560

( r 1200 NF1200P-2PB4A | 17,100 NF12002-2PB4A 9,360

1600 = - NF16002-2P8A 17,460

2000 = = NF20002-2P8A 21,060

3150 ©® = - NF31502-2P8A 25,560

® 16A - 100A switches are not available in 2 pole versions; use 3 pole.

18.46

Discount schedule H2E [DB]: Non-fusible, 125A — 800A

18XU000023C0202

Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A

Low Voltage Products & Systems
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4 Pole, 600V, 16A - 3150A NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
16 NF161-4PB6C $ 295 NF163-4PB6C $ 369 NF164-4PB6A $ 530 NF16X-4PB6C $ 665
© 25 NF251-4PB6C 300 NF253-4PB6C 374 NF254-4PB6A 535 NF25X-4PB6C 670
§ I( I( I( :/ 40 NF321-4PB6C 321 NF323-4PB6C 384 NF324-4PB6A 545 NF32X-4PB6C 680
2 60 NF451-4PB6B 360 NF453-4PB6B 434 NF454-4PB6B 570 NF45X-4PB6B 700
80 NF631-4PB6A 410 NF633-4PB6A 484 NF634-4PB6A 595 NF63X-4PB6A 740
30 NF301-4PB6B 650 NF303-4PB6B 988 NF304-4PB6B 1,200 NF30X-4PB6B 1,525
60 NF601-4PB6B 700 NF603-4PB6B 1,038 NF604-4PB6B 1,250 NF60X-4PB6B 1,575
100 NF1001-4PB6B 750 NF1003-4PB6B 1,088 NF1004-4PB6B 1,300 NF100X-4PB6B 1,625
125 NF1251-4PB6A 1,375 NF1253-4PB6A 1,675 NF1254-4PB6A 3,500 NF125X-4PB8A 4,375
200 NF2001-4PB8B 1,625 NF2003-4PB8B 2,063 NF2004-4PB8B 4,400 NF200X-4PB8B 5,500
© L 400 NF4001-4PB4B 3,250 NF4003-4PB4B 3,500 NF4004-4PB4B 8,000 NF400X-4PB4B 10,000
9 ( ( ( r 600 NF6001-4PB7B 6,000 NF6003-4PB7B 6,250 NF6004-4PB7B 12,000 NF600X-4PB7B 15,000
> 800 NF8001-4PB4A 10,000 NF8003-4PB4A 11,750 NF8004-4PB4A 19,000 NF800X-4PB4A 23,750
1200 NF12001-4PB4A | 12,500 NF12003-4PB4A 14,750 NF12004-4PB4A | 22,500 NF1200X-4PB4A | 28,125
1600 NF16001-4P8A 23,750 NF16003-4P8A 26,000 NF16004-4P8A 38,800 NF1600X-4P8A 47,500
2000 NF20001-4P8A 28,750 NF20003-4P8A 31,250 NF20004-4P8A 44,000 NF2000X-4P8A 55,000
3150 © NF31501-4P8A 35,000 NF31503-4P8A 37,500 NF31504-4P8A 49,000 NF3150X-4P8A 61,250
4 Pole, 600V, 16A - 3150A
NEMA Enclosure type
4X Plastic 12 78&9
UL general purpose Catalog List Catalog List Catalog List
amp rating number price number price number price
16 NF16P-4PB6A $405| NF162-4PB6C $ 369 NF167-4P $ 2,025
x 25 NF25P-4PB6A 410| NF252-4PB6C 374 NF257-4P 2,050
9 I( :, I( Ir 40 NF32P-4PB6A 420 NF322-4PB6C 384 | NF327-4P 2,075
> 60 NF45P-4PB6B 465| NF452-4PB6B 434 NF457-4P 3,700
80 NF63P-4PB6A 510| NF632-4PB6A 484 NF637-4P 3,730
30 NF30P-4PB6B 1,100| NF302-4PB6B 925 NF307-4P 4,300
60 NF60P-4PB6B 1,150 NF602-4PB6B 975 NF607-4P 4,350
100 NF100P-4PB6B 1,200 NF1002-4PB6B 1,025 NF1007-4P 4,400
125 NF125P-4PB8A 3,750 | NF1252-4PB6A 1,750 = =
200 NF200P-4PB8B 5,000 NF2002-4PB8B 2,000 = =
S | |1 | 400 NF400P-4PB4B 7,500 NF4002-4PB4B 3,625 = -
3 (r(( 600 NF600P-4PB7B | 12,500| NF6002-4PB7B 6,375 | — -
800 NF800P-4PB4A 20,000 NF8002-4PB4A 10,500 = =
1200 NF1200P-4PB4A | 23,750 NF12002-4PB4A | 13,000 - -
1600 = - NF16002-4P8A 24,250 = -
2000 = - NF20002-4P8A 29,240 = -
3150 = - NF31502-4P8A 35,500 — -
@ IEC rated only.
Low Voltage Products & Systems Discount schedule H1E [DA]: Non-fusible, 16A — 100A 18.47

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage

Discount schedule H2E [DB]: Non-fusible, 125A — 800A
Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A

18XU000023C0202




o\'

o 6 pole
(0
A RN 16A - 1200A
AV e
$0(\ 0\09
<&
6 Pole, 600V, 16A - 1200A
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating © number price number price number price number price
1 16 NF161-6PB6C $ 580 NF163-6PB6C $728 NF164-6PB6A $1,080 NF16X-6PB6C $ 1,350
3 25 NF251-6PB6C 590 NF253-6PB6C 738 NF254-6PB6A 1,090 NF25X-6PB6C 1,360
Q % 7777777 % 40 NF321-6PB6C 610 NF323-6PB6C 758 NF324-6PB6A 1,110 NF32X-6PB6C 1,380
- r |/ 60 NF451-6PB6B 690 NF453-6PB6B 838 NF454-6PB6B 1,140 NF45X-6PB6B 1,430
3 80 NF631-6PB6A 770 NF633-6PB6A 918 NF634-6PB6A 1,185 NF63X-6PB6A 1,480
30 NF301-6PB6B 1,230 NF303-6PB6B 1,770 NF304-6PB6B 2,110 NF30X-6PB6B 2,660
60 NF601-6PB6C 850 NF603-6PB6B 1,820 NF604-6PB6B 2,160 NF60X-6PB6B 2,710
100 NF1001-6PB6B 1,330 NF1003-6PB6B 1,870 NF1004-6PB6B 2,210 NF100X-6PB6B 2,760
© % % 125 NF1251-6PB2A 2,200 NF1253-6PB2A 3,280 NF1254-6PB4A 5,600 NF125X-6PB4A 7,000
% r‘ ******** I/ 200 NF2001-6PB4B 2,950 NF2003-6PB4B 3,650 NF2004-6PB4B 7,320 NF200X-6PB4B 9,150
400 NF4001-6PB8B 5,860 NF4003-6PB8B 5,960 NF4004-6PB8B 13,090 NF400X-6P8B 16,360
600 NF6001-6PB8B 9,960 NF6003-6PB8B 10,360 NF6004-6PB8B 19,490 NF600X-6P8B 16,360
800 NF8001-6PB8A 16,360 NF8003-6PB4A 19,800 NF8004-6PB4A 30,690 NF800X-6P8A 38,360
1200 NF12001-6P8A 20,360 NF12003-6PB4A 23,960 NF12004-6P8A 36,290 NF1200X-6P8A 45,360
6 Pole, 600V, 16A - 1200A
NEMA Enclosure type
4X Plastic 12 7&9 IP65 Plastic
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
16 NF16P-6PB6A $ 800 NF162-6PB6C $728 NF167-6P $ 3,750 NF16E-6PBJB $410
3 25 NF25P-6PB6A 810 NF252-6PB6C 738 NF257-6P 3,775 NF25E-6PBJB 420
3 % 7777777 % 40 NF32P-6PB6A 830 NF322-6PB6C 758 NF327-6P 3,800 NF32E-6PBJB 450
> r< |/ 60 NF45P-6PB6B 930 NF452-6PB6B 838 NF457-6P 4,275 NF45E-6PBJB 520
80 NF63P-6PB6A 1,030 NF632-6PB6A 918 NF637-6P 4,325 NF63E-6PBJB 770
30 NF30P-6PB6B 1,900 NF302-6PB6B 1,670 = - NF30E-6PB6B 1,230
60 NF60P-6PB6B 1,950 NF602-6PB6B 1,720 = - NF60E-6PB6B 1,280
100 NF100P-6PB6B 2,000 NF1002-6PB6B 1,770 - - NF100E-6PB6B 1,330
© 125 NF125P-6PB4A 6,000 NF1252-6PB4A 2,800 = - = -
i"’ 200 NF200P-6PB4B 8,350 NF2002-6PB4B 3,550 = - = -
= * ,,,,,,, * 400 NF400P-6P8B 12,360 NF4002-6P8B 6,160 = - = -
f |/ 600 NF600P-6P8B 20,360 NF6002-6P8B 10,560 = - = =
800 NF800P-6P8A 32,360 NF8002-6P8A 17,800 = - = -
1200 NF1200P-6P8A 38,360 NF12002-6P8A 21,800 = = = =

® # = Three poles

18.48

Discount schedule H1E [DA]: Non-fusible, 16A — 100A

18XU000023C0202

Discount schedule H2E [DB]: Non-fusible, 125A — 800A

Low Voltage Products & Systems

Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage
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3 pole double throw 4,54,
16A - 1200A O g e Ot
&) s, S8
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3 Pole, 600V, 16A - 1200A NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
16 NF161-3TB8C $ 760 NF163-3TB8C $908 NF164-3TB8C $ 1,200 NF16X-3TB8C $ 1,850
Q % % 25 NF251-3TB8C 770 NF253-3TB8C 918 NF254-3TB8C 1,230 NF25X-3TB8C 1,880
] 40 NF321-3TB8C 790 NF323-3TB8C 954 NF324-3TB8C 1,260 NF32X-3TB8C 1,950
= 60 NF451-3TB8B 870 NF453-3TB8B 1,018 NF454-3TB8B 1,340 NF45X-3TB8B 3,500
80 NF631-3TB8A 950 NF633-3TB8A 1,098 NF634-3TB8A 1,420 NF63X-3TB8A 3,600
30 NF301-3TB8B 1,410 NF303-3TB8B 1,830 NF304-3TB8B 2,400 NF30X-3TB8B 3,900
60 NF601-3TB8B 1,460 NF603-3TB8B 1,880 NF604-3TB8B 2,450 NF60X-3TB8B 3,950
100 NF1001-3TB8B 1,510 NF1003-3TB8B 1,930 NF1004-3TB8B 2,500 NF100X-3TB8B 4,000
© * * 125 NF1251-3TB8A 2,380 NF1253-3TB8A 2,980 NF1254-3TB8A 3,500 NF125X-3TB8A 5,000
S 200 NF2001-3TB4B 3,150 NF2003-3TB4B 3,850 NF2004-3TB4B 7,480 NF200X-3TB4B 9,350
> %r 400 NF4001-3TB4B 5,960 NF4003-3TB4B 6,160 NF4004-3TB4B 13,250 NF400X-3TB4B 16,560
600 NF6001-3TB4A 10,260 NF6003-3TB4B 10,660 NF6004-3TB4A 19,730 NF600X-3TB4A 24,660
800 NF8001-3TB4A 16,660 NF8003-3TB4A 19,460 NF8004-3TB4A 30,920 NF800X-3TB4A 38,660
1200 NF12001-3TB4A | 20,660 NF12003-3TB4A 24,260 NF12004-3TB4A | 36,530 NF1200X-3TB4A | 45,660
3 Pole, 600V, 16A — 1200A
NEMA Enclosure type
4X Plastic 12
UL general purpose Catalog List Catalog List
amp rating number price number price
16 NF16P-3TB8A $1,000( NF162-3TB8C $ 908
| # ¥ 25 NF25P-3TB8A 1,040| NF252-3TB8C 918
] 40 NF32P-3TB8A 1,100 NF322-3TB8C 938
> 60 NF45P-3TB8B 1,180 NF452-3TB8B 1,018
80 NF63P-3TB8A 1,260 | NF632-3TB8A 1,098
30 NF30P-3TB8B 2,000 NF302-3TB8B 1,730
60 NF60P-3TB8B 2,050| NF602-3TB8B 1,830
100 NF100P-3TB8B 2,100 NF1002-3TB8B 1,930
© % % 125 NF125P-3TB8A 3,200 NF1252-3TB8A 2,980
3 200 NF200P-3TB4B 8,550 | NF2002-3TB4B 3,750
2 400 NF400P-3TB4B 12,560 NF4002-3TB4B 6,460
600 NF600P-3TB4A 20,660 NF6002-3TB4A 10,760
800 NF800P-3TB4A 32,660 NF8002-3TB4A 17,460
1200 NF1200P-3TB4A | 38,660 | NF12002-3TB4A 21,460

Low Voltage Products & Systems

Discount schedule HT1E: Non-fusible, double throw, 16A — 100A

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage

Discount schedule H2E [DB]: Non-fusible, 125A — 800A

Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A

18.49
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o 3 pole bypass
(S pe
O W s 16A — 1200A
N
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3 Pole, 600V, 16A - 1200A
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
16 NF161-3BB8A $1,045 NF163-3BB8A $1,267 NF164-3BB8A $1,480 NF16X-3BB8A $ 3,740
Q 25 NF251-3BB8A 1,060 NF253-3BB8A 1,282 NF254-3BB8A 1,540 NF25X-3BB8A 3,820
9 40 NF321-3BB8A 1,090 NF323-3BB8A 1,297 NF324-3BB8A 1,600 NF32X-3BB8A 3,900
> 60 NF451-3BB8B 1,215 NF453-3BB8B 1,312 NF454-3BB8B 1,750 NF45X-3BB8B 4,050
3 80 NF631-3BB8A 1,340 NF633-3BB8A 1,432 NF634-3BB8A 1,850 NF63X-3BB8A 4,150
30 NF301-3BB8B 1,970 NF303-3BB8B 2,300 NF304-3BB8B 2,800 NF30X-3BB8B 4,800
60 NF601-3BB8B 2,070 NF603-3BB8B 2,400 NF604-3BB8B 2,900 NF60X-3BB8B 4,900
100 NF1001-3BB8B 2,170 NF1003-3BB8B 2,500 NF1004-3BB8B 3,000 NF100X-3BB8B 5,000
© 125 = = = = = = = =
% 200 = = = = = = = =
400 NF4001-3B6B 8,460 NF4003-3B6B 9,060 NF4004-3B6B 19,750 NF400X-3B6B 24,660
600 NF6001-3B6B 15,060 NF6003-3B6B 15,660 NF6004-3B6B 29,330 NF600X-3B6B 36,660
800 NF8001-3B6A 24,660 NF8003-3B6A 28,860 NF8004-3B6A 46,130 NF800X-3B6A 57,660
1200 NF12001-3B6A 30,660 NF12003-3B6A 30,060 NF12004-3B6A 55,040 NF1200X-3B6A 68,800
3 Pole, 600V, 16A - 1200A
NEMA Enclosure type
4X Plastic 12
UL general purpose Catalog List Catalog List
amp rating number price number price

16 NF16P-3BB8A $1,300( NF162-3BB8A $1,267

S 25 NF25P-3BB8A 1,325 NF252-3BB8A 1,282

9 40 NF32P-3BB8A 1,350 | NF322-3BB8A 1,297

> 60 NF45P-3BB8B 1,420 NF452-3BB8B 1,312

80 NF63P-3BB8A 1,650 NF632-3BB8A 1,432

30 NF30P-3BB8B 2,400 NF302-3BB8B 2,300

60 NF60P-3BB8B 2,500 NF602-3BB8B 2,400

100 NF100P-3BB8B 2,600 NF1002-3BB8B 2,500

© 125 = = = =

3 200 = = = =

= 400 NF400P-3B6B 18,660 | NF4002-3B6B 9,360

600 NF600P-3B6B 30,660 NF6002-3B6B 15,960

800 NF800P-3B6A 48,660 | NF8002-3B6A 25,860

1200 NF1200P-3B6A 57,660 | NF12002-3B6A 31,860
18.50 Discount schedule H2E [DB]: Non-fusible, 125A — 800A Low Voltage Products & Systems

18XU000023C0202

Discount schedule H3E [DC]: Non-fusible, 1200A — 3150A

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage
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3 Pole, 600V, 16A - 1200A NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose Catalog List Catalog List Catalog List Catalog List
amp rating number price number price number price number price
16 NF161-3MB6A $ 640 NF163-3MB6A $788 NF164-3MB6A $1,120( NF16X-3MB6A $1,410
9 % % 25 NF251-3MB6A 650 NF253-3MB6A 798 NF254-3MB6A 1,160 NF25X-3MB6A 1,420
9 cox 1 40 NF321-3MB6A 670 NF323-3MB6A 818 NF324-3MB6A 1,170 NF32X-3MB6A 1,440
= r r 60 NF451-3MB6B 750 NF453-3MB6B 908 NF454-3MB6B 1,200 NF45X-3MB6B 1,490
80 NF631-3MB6A 830 NF633-3MB6A 978 NF634-3MB6A 1,245 NF63X-3MB6A 1,540
30 NF301-3MB6B 1,290 NF303-3MB6B 1,830 NF304-3MB6B 2,170 NF30X-3MB6B 2,700
60 NF601-3MB6B 1,340 NF603-3MB6B 1,880 NF604-3MB6B 2,210 NF60X-3MB6B 2,770
100 NF1001-3MB6B 1,390 NF1003-3MB6B 1,930 NF1004-3MB6B 2,270 NF100X-3MB6B 2,800
© * * 125 NF1251-3MB6A 2,260 NF1253-3MB6A 2,860 NF1254-3MB8A 5,660 NF125X-3MB8A 7,060
] e X 200 NF2001-3MB8B 3,010 NF2003-3MB8B 3,710 NF2004-3MB8B 7,380 NF200X-3MB8B 9,210
> r r 400 NF4001-3MB4B 5,920 NF4003-3MB4B 6,030 NF4004-3MB4B 13,150 NF400X-3MB4B 16,420
600 NF6001-3MB4B | 10,020 NF6003-3MB4B 10,420 NF6004-3MB4B 19,550 NF600X-3MB4B 24,420
800 NF8001-3MB4A | 16,420 NF8003-3MB4A 19,860 NF8004-3MB4A 30,750 NF800X-3MB4A 38,420
1200 NF12001-3MB4A | 20,420 NF12003-3MB4A | 24,020 NF12004-3MB4A | 36,350 NF1200X-3MB4A | 45,420
3 Pole, 600V, 16A - 1200A
NEMA Enclosure type
4X Plastic 12
UL general purpose Catalog List Catalog List
amp rating number price number price
i 16 NF16P-3MB6A $860| NF162-3MB6A $788
£ * * 25 NF25P-3MB6A 870 NF252-3MB6A 798
] c x Y 40 NF32P-3MB6A 890| NF322-3MB6A 818
> r F 60 NF45P-3MB6B 990| NF452-3MB6B 908
80 NF63P-3MB6A 1,090| NF632-3MB6A 978
30 NF30P-3MB6B 1,900| NF302-3MB6B 1,830
60 NF60P-3MB6B 1,950 NF602-3MB6B 1,880
100 NF100P-3MB6B 2,000 NF1002-3MB6B 1,930
© % % 125 NF125P-3MB8A 6,000 NF1252-6PB6A 2,860
Oj rx 200 NF200P-3MB8B 8,350 | NF2002-3MB8B 3,710
= ( 400 NF400P-3MB4B 12,360 | NF4002-3MB4B 6,030
600 NF600P-3MB4B 20,360 NF6002-3MB4B 10,420
800 NF800P-3MB4A 32,360 NF8002-3MB4A 19,860
1200 NF1200P-3MB4A | 38,360| NF12002-3MB4A | 24,020

Low Voltage Products & Systems

Discount schedule H2E [DB]: Non-fusible, 125A — 800A

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage
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Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A
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Accessories ©

=,
3 Position selector switch

Auxiliary contacts

Contact Catalog Installation Installed
For use on: configuration number suffix list price
adder
1N.O. OA1G10 add “10” suffix $30
16A - 100A 1N.C. OA1GO01 add “01” suffix 30
1N.O. &1 N.C. OA2G11 add "11" suffix 60
125A 1N.O. OBEA-10 add “10” suffix 50
1N.C. OBEA-01 add “01” suffix 50
OA1G_ ) 1N.O. OA1G10 add “10” suffix 30
200A - 600A 1N.C. OA3GO1 add “01” suffix 30
_ 1N.O. &1 N.C. OZXK-1 add “11” suffix 130
800A - 3150A 2N.0. &2 N.C. OZXK-2 add “22” suffix 200
Accessories ©
Installation Installed
For use on: Description suffix list price
adder
OT16, 25,32 Neutral or isolated ground block NorG $30
QOT45, 63 Neutral or isolated ground block NorG 54
OBEA_ OT30, 60, 100 Neutral or isolated ground block NorG 75
OT160 Neutral or isolated ground block NorG 150
200A - 1200A Neutral block N 210
1600A - 3150A Neutral block N 350
30A - 1200A Service entrance, 3 wire U 100
30A - 1200A Service entrance, 4 wire \ 200
Start/stop pushbuttons A 68
2 position selector switch C 68
16A - 3150A 3 position selector switch D 78
Pilot light “red/run” E 110
Ammeter 1 phase @ AM 940
Voltmeter @ VM 2300

Pilot light
@ Please consult factory for special customer requirements.
@ Current transformers included.
Discount schedule H1E [DA]: Non-fusible, 16A — 100A
18.52 Discount schedule H2E [DB]: Non-fusible, 125A — 800A Low Voltage Products & Systems
1SXU000023C0202 Discount schedule H3E [DC]: Non-fusible, 1200A - 3150A ABB Inc. » 888-385-1221 » www.abb.us/lowvoltage
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3 Pole Sy, %,
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Fs, Do, O
30A - 800A & %y s
N, oS
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Sor
A i -i
FJ30X-3PB6B
3 Pole, 600V, 30A - 800A ©® NEMA Enclosure type
1 3R 4 4X Stainless
UL Fuse
gegs:slrzltji;%ose type Catalog List Catalog List Catalog List Catalog List
number price number price number price number price
30 J FJ301-3PB6B FJ303-3PB6B FJ304-3PB6B FJ30X-3PB6B
30 cc FC301-3pB6B | °%%0 | FC303-3PB6B $600 | tc3osapeee [P 19| Fcaox-apees | 1400
| | | 60 Jo FJ601-3PB6B 660 | FJ603-3PB6B 860 FJ604-3PB8B 1,300 FJ60X-3PB8B 1,800
X 100 Jo FJ1001-3PB8B 960 | FJ1003-3PB8B 1,140 FJ1004-3PB8B 2,800 FJ100X-3PB8B 3,800
=) 200 Jo FJ2001-3PB8C 2,200 | FJ2003-3PB8C 2,400 FJ2004-3PB8C 3,900 FJ200X-3PB8C 5,000
r r r 400 Jo FJ4001-3PB4C 3,800 | FJ4003-3PB4C 4,200 FJ4004-3PB4C 7,700 FJ400X-3PB4B 10,800
600 Jo FJ6001-3PB7C 5,300 | FJ6003-3PB7C 6,800 FJ6004-3PB7C 11,000 FJ600X-3PB7C 16,000
800 L FL8001-3PB4B 9,500 | FL8003-3PB4B 11,200 FL8004-3PB4B 16,000 FL800X-3PB4B 21,000
3 Pole, 600V, 30A - 800A ©
NEMA Enclosure type
4X Plastic 12
uL Fuse
general purpose type
amp rating Catalog List Catalog List
number price number price
30 J FJ30P-3PB6B FJ302-3PB6B
30 cc FCaop-3PBeB  |° 940|  FCa02-3PB6B SRR
| | | 60 Jo FJ60P-3PB8B 1,300 FJ602-3PB6B 860
X 100 Jo FJ100P-3PB8B 2,800 FJ1002-3PB8B 1,140
=) 200 Jo FJ200P-3PB8C 4,400 FJ2002-3PB8C 2,400
( ( r 400 Jo FJ400P-3PB4C 8,400 FJ4002-3PB4C 4,200
600 Jo FJ600P-3PB7C 13,600 FJ6002-3PB7C 6,200
800 L FL800P-3PB4B 17,400 FL8002-3PB4B 9,800
NOTE: All enclosed switches are provided with a black handle; however, most handles can be
substituted with a red / yellow handle if desired. Please substitute the handle suffix code
(2nd and 3rd from last characters) with the red/yellow handle catalog number suffix from
page 18.130. There is no additional price adder for changing to a red/yellow handle of
equal ratings and style.
EXAMPLE: A red/yellow pistol handle for an FJ301-3PB6B can be substituted for the black pistol
handle by using the "Y6" suffix instead of the "B6" suffix, new catalog number: FJ301-
3PY6B.
@ Fusible switches are UL listed to the UL98 standard.
Low Voltage Products & Systems Discount schedule H4E: Fusible, 30A — 100A 18.53
Discount schedule H5E: Fusible, 200A - 3150A 1SXU000023C0202

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage
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000“er 2 &4 Pole
R )
O 00 5 30A - 800A
e
<<5‘°\0
2 Pole, 600V, 30A - 800A
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose | Fuse Catalog List Catalog List Catalog List Catalog List
amp rating type number price number price number price number price
30 J = - = = - = -
30 CC = - = = = = =
| 1 60 J - - = - -1 = -
3 100 J FJ1001-2PB8B $ 864 FJ1003-2PB8B $1,026 FJ1004-2PB8B $2,735 FJ100X-2PB8B 1$ 3,420
=} 200 J FJ2001-2PB8C 1,980 FJ2003-2PB8C 2,160 FJ2004-2PB8C 3,600 FJ200X-2PB8C 4,500
( ( 400 J FJ4001-2PB4C 3,420 FJ4003-2PB4C 3,780 FJ4004-2PB4C 7,775 FJ400X-2PB4C 9,720
600 J FJ6001-2PB7C 4,770 FJ6003-2PB7C 6,120 FJ6004-2PB7C 11,520 FJ600X-2PB7C 14,400
800 L FL8001-2PB4B 8,550 FL8003-2PB4B 10,080 FL8004-2PB4B 15,120 FL800X-2PB4B 18,900
NEMA Enclosure type
4X Plastic 12
UL general purpose | Fuse Catalog List Catalog List
amp rating type number price number price
1 30 J - == =
30 CcC = = = -
| 1 60 J — N —
E3 100 J FJ100P-2PB8B  [$ 2,520 FJ1002-2PB8B $ 1,026
=) 200 J FJ200P-2PB8C 3,960 FJ2002-2PB8C 2,160
( ( 400 J FJ400P-2PB4C 7,560 FJ4002-2PB4C 3,780
600 J FJ600P-2PB7C 12,240 FJ6002-2PB7C 5,580
800 L FL800P-2PB4B 15,660 FL8002-2PB4B 8,820
4 Pole, 600V, 30A - 800A
NEMA Enclosure type
1 3R 4 4X Stainless
UL general purpose | Fuse Catalog List Catalog List Catalog List Catalog List
amp rating type number price number price number price number price
30 J FJ301-4PB6B FJ303-4PB6B FJ304-4PB6B FJ30X-4PB6B
30 cc | Fcaoi-4peeB | $7%| Fcaos-4PBeB $750|  rcaosspe  |® 75| Fcaox-apBeB P 790
| | | | 60 J FJ601-4PB6B 825 FJ603-4PB6B 1,075 FJ604-4PB8B 1,800 FJ60X-4PB8B 2,250
EY 100 J FJ1001-4PB8B 1,200 FJ1003-4PB8B 1,425 FJ1004-4PB8B 3,800 FJ100X-4PB8B 4,750
= 200 J FJ2001-4PB8C 2,750 FJ2003-4PB8C 3,000 FJ2004-4PB8C 5,000 FJ200X-4PB8C 6,250
( ( ( ( 400 J FJ4001-4PB4C 4,750 FJ4003-4PB4C 5,250 FJ4004-4PB4C 10,800 FJ400X-4PB4C 13,500
600 J FJ6001-4PB7C 6,625 FJ6003-4PB7C 8,500 FJ6004-4PB7C 16,000 FJ600X-4PB7C 20,000
800 L FL8001-4PB4B 11,875 FL8003-4PB4B 14,000 FL8004-4PB4B 21,000 FL800X-4PB4B 26,250
NEMA Enclosure type
4X Plastic 12
UL general purpose | Fuse Catalog List Catalog List
amp rating type number price number price
30 J FJ30P-4PB6B FJ302-4PB6B
30 CC FC30P-4PB6B $ 1,300 FC302-4PB6B $750
[ 11| Teo J FJ60P-4PBSB 1,625 | FJ602-4PB6B 1,075
3 100 J FJ100P-4PB8B 3,500 FJ1002-4PB8B 1,425
= 200 J FJ200P-4PB8C 5,500 FJ2002-4PB8C 3,000
( ( ( ( 400 J FJ400P-4PB4C 10,500 FJ4002-4PB4C 5,250
600 J FJ600P-4PB7C 17,000 FJ6002-4PB7C 7,750
800 L FL800P-4PB4B 21,750 FL8002-4PB4B 12,250
18.54 Discount schedule H4E: Fusible, 30A — 100A Low Voltage Products & Systems
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s,
H C,
Accessories ©Q@ Sy, %,
Yn, %o,
& ’(\(/é‘ (& o, C,
%, S8
6‘@0,
Auxiliary contacts
Contact Catalog Installation Installed
For use on: configuration number suffix list price
adder
1N.O.+1N.C. add “11” suffix $40
S0A 2N.O.+2N.C. Che e add “22” suffix 40
1N.O. OA1G10 add “10” suffix
60A - 600A 1N.C. OA3GO1 add “01” suffix 20
800A 1N.O. &1N.C. OZXK-1 add “11” suffix 100
2 N.O. &2 N.C. OZXK-2 add “22” suffix 170
OESA-ZX157
Accessories 0@
Installation Installed
For use on: Description suffix list price
adder
30A Neutral block N $40
oFF 60A — 100A Neutral block N 50
200A - 400A Neutral block N 150
- 600A - 800A Neutral block N 160
Service entrance, 3 wire U 75
30A - 200A Service entrance, 4 wire Y, 125
Service entrance, 3 wire U 150
400A - 800A Service entrance, 4 wire \ 200
Start/stop pushbuttons A 68
8%&; 2 position selector switch C 68
30A - 800A 3 position selector switch D 78
Pilot light "red/run" E 110
Ammeter 1 phase ® AM 940
Voltmeter ® VM 2300
3 Position selection switch
Pilot light
® Additional accessories can be found on pages 18.83 - 18.95.
@ Please consult factory for special customer requirements.
® Current transformers included.
Low Voltage Products & Systems Discount schedule H4E: Fusible 30A — 100A 18.55
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AL ID D Technical data
F\IPIP Approximate dimensions

Selecting switches per NEC

Selecting switches per NEC
Article 430 of the US National Electric Code includes two methods for properly sizing disconnect switches:

1. Single motor application 2. Combination load application

A properly sized disconnect switch for a single motor will: A properly sized disconnect switch for a combination load will

a) have an ampere rating greater than or equal to 115 percent be selected by adding all the simultaneous individual loads in
of the rated motor full load current; or, the circuit under consideration.

b) have a HP rating greater than or equal to the rated motor Using motor nameplate information, load information, and
HP (at applied voltage) if the disconnect switch under tables from section 430 of the NEC, determine one equivalent
consideration is HP rated. full load current and one equivalent locked rotor current. The

equivalent locked rotor current can be used with table 430-
151 to determine an equivalent HP rating. Select a disconnect
switch:

a) greater than or equal to 115 percent of the equivalent full
load current; and,

b) greater than or equal to the equivalent HP rating.

Use of UL98 & UL508 Disconnects
According to NEC @ Article 430

A
To supply

UL98

Non-Fusible Switches
0OT30, OT60

OT100 OT200,
OT400, OT600

. . OETL-NF800 thru
Motor feeder short circuit and |::| OETL-NF2000
ground fault protection

Motor feeder

UL98

Fusible Switches
0S30, 0S60, 0S100,
08200, 0S400, OS600

OES800

Motor disconnecting means ©
(NEC © 430.101 - 430.113)

Motor branch-circuit
short-circuit

protection
(NEC © 430.51 - 430.58)

P Typical control panel

=<

Motor controller
(NEC ® 430.81 - 4.30.91)

; I l Feeder Circuit l

=

35

o Motor overload protection oL UL508
6 (NEC ® 430.31 - 4.30.44) Non-Fusible Switches

L _l___.__ o OT16, OT25, OTA40,

< 0T63, OT80

©  OSHA Lockout/tagout disconnect (UL98 switches can also
c ® be applied)

d (NEC © 430.81 - 430.91)

—
m

Motor
Low Voltage Products & Systems 18.57
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& Technical data
6‘%«"‘:\\ 2 OT16F3 - OT100F3

9»\60\(\6(&\% UL & CSA

UL & CSA

Catalog number 3 pole OT16F3 OT25F3 OT40F3 OT63F3 OT80F3 OT30F3 OT60F3 OT100F3
Approvals® 2 pole N/A N/A N/A N/A N/A N/A N/A N/A
3pole | ULS08 &IEC | UL508 & [EC | UL508 & IEC | UL508 & IEC | UL508 & IEC | UL98 & IEC UL98 & IEC UL98 & IEC
4 pole | ULS08 &IEC | UL508 & IEC | UL508 & IEC | UL508 & IEC | UL508 & IEC | UL98 & IEC UL98 & IEC UL98 & IEC
General purpose amp rating -40° to 40°C
pf=0.7-08 A 20 30 40 60 80 30 60 100
Max. operating voltage \ 600 600 600 600 600 600 600 600
Max. horsepower rating/motor FLA current,
pf=0.4-0.5
Three phase
240V HP/A 5/15.2 7.5/22.0 10/28.0 15/42.0 20/54.0 10/28.0 20/54.0 30/80.0
480V HP/A 10/14.0 15/21.0 20/27.0 30/40.0 40/52.0 20/27.0 40/52.0 50/65.0
600V HP/A 10/11.0 20/22.0 25/27.0 30/32.0 40/41.0 30/32.0 40/41.0 50/52.0
Single phase 120V HP/A 1/16 1.5/20 3/24 2/24.0 2/24.0 2/24.0 3/34.0 5/56.0
240V HP/A 2/13.2 3/18.7 5/30.8 7.5/40.0 10/57.5 5/28.0 7.5/40.0 15/68.0
Short circuit rating with fuse
Fuse type CC KA 10 - 10 —- 10 —- - - - - - - - - - -
Fuse type J kA 10 10 10 10 10 10 100 - 100 - 50 - 50 - 50 -
Fusetype T kA 10 10 10 10 10 10 100 - 100 - 50 - 50 - 50 -
Fuse type RK1 kA 10 - 10 - 10 - - - - - - - - - - -
Fuse type RK5 kA 5 5 5 5 5 5 10 5 10 5 - - - - - -
Fuse type L kA - - - - - - - - - - - - - - - -
Fuse type H kA - - - - - - - 5 - 5 - - - - - -
Maximum fuse size A 30 | 60® 30| 60® 30 60 @ | 100 150 100 150 60 - 150 - 150 -
3 cycle short circuit current withstand rating ® kA - - - - - - - -
Endurances
Min. Electrical endurance,
pf=0.75-0.80 operation cycles 6000 6000 6000 6000 6000 6000 6000 6000
Min. Electrical endurance,
pf = 0.40-0.50 operation cycles 1000 1000 1000 1000 1000 @ @ @
Mechanical endurance
operations 20,000 20,000 20,000 20,000 20,000 20,000 20,000 20,000
Physical characteristics
Weight, switches 3 pole b 0.24 0.24 0.24 0.59 0.59 0.79 0.79 0.79
4 pole b 0.33 0.33 0.33 0.77 0.77 1.10 1.10 1.10
Dimension, switches 3 pole H in 2.68 2.68 2.68 3.60 3.60 3.94 3.94 3.94
W in 1.38 1.38 1.38 2.07 2.07 2.76 2.76 2.76
D in 2.20 2.20 2.20 2.85 2.85 2.95 2.95 2.95
Shaft set screw tightening torque Ib. in. 8.9 8.9 8.9 8.9 8.9 8.9 8.9 8.9
Shaft size — square [] in 24 x .24 24 x .24 24 x .24 24 x .24 24 x .24 24 x .24 24 x .24 24 x .24
mm 6x6 6x6 6x6 6x6 6x6 6x6 6x6 6x6
Switch operating torque for Ib. in. 8.8 8.8 8.8 10.5 10.5 17.5 17.5 17.5
rotary 3 pole switches
Terminal lug kits Not required Not required Not required Not required Not required Not required Not required Not required
Wire range AWG #18-8 #18-8 #18-8 #14-4 #14-4 #14-4 #14-4 #8-1/0
Torque:
Wire tightening Ib. in. 7 7 7 18 18 55 55 55
m Lug mounting Ib. in. Integral Integral Integral Integral Integral Integral Integral Integral
Auxiliary contacts OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _
NEMA ratings, AC A600 AB00 AB00 AB00 AB00 AB00 AB00 AB00
AC rated voltage VAC 600 600 600 600 600 600 600 600
AC thermal rated current A 10 10 10 10 10 10 10 10
AC maximum volt-ampere making VA 7200 7200 7200 7200 7200 7200 7200 7200
AC maximum volt-ampere breaking VA 720 720 720 720 720 720 720 720
NEMA ratings, DC R300 R300 R300 R300 R300 R300 R300 R300
DC rated voltage vDC 300 300 300 300 300 300 300 300
DC thermal rated current A 1 1 1 1 1 1 1 1
DC maximum make-break VA 28 28 28 28 28 28 28 28
Torque: Wire tightening Ib. in 7 7 7 7 7 7 7 7
Wire range AWG #18-14 #18-14 #18-14 #18-14 #18-14 #18-14 #18-14 #18-14

® UL Listed switches are also CSA Approved.

@ UL98 overload test, 50 operations, pf 0.40 — 0.50 at 2x FLA.

® Multi-tap lug available, please see pg. 18.24 and 18.27.

@ Fuse size 70A for RK5

® When protected by any Listed fuse or Listed circuit breaker whose current rating does not exceed the maximum thermal current rating of the switch.

18.58 Low Voltage Products & Systems
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Technical data
OT200U03 — OETL-NF3150
UL & CSA

UL & CSA

Catalog number 3 pole 0T200U03 0T400U03 0T600U03 OETL-NF800A | OETL-NF1200| OETL-NF1600| OETL-NF2000 | OETL-NF3150 ®
Approvals® 2 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC IEC
3 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC IEC
4 pole UL98 & IEC UL98 & IEC UL98 & IEC IEC IEC IEC IEC IEC
General purpose amp rating -40° to 40°C
pf=07-08 A 200 400 600 800 1200 1600 2000 3150
Max. operating voltage \ 600 600 600 600 600 600 480 —
Max. horsepower rating/Max. motor FLA current,
pf=0.4-0.5
Three phase
240V HP/A 75/192.0 125/312.0 200/480.0 250/602.0 - - - -
480V HP/A 150/180.0 250/302.0 450/515 500/590.0 - - - -
600V HP/A 200/192.0 350/336.0 500/472.0 600/576 - - - -
Single phase 120V HP/A - — - - - - - -
240V HP/A - - - - - - - -
Short circuit rating with fuse
Fuse type CC kA - — - - - — — -
Fuse type J kA 100 100 —/100 - - — - -
Fuse type T kA - — 100/— — - — — —
Fuse type RK1 kA — - — — — — — —
Fuse type RK5 kA — - 100 — — — — —
Fuse type L kA — — —/100 100 100 100 100 —
Fuse type H kA — — —/100 — — — — —
Maximum fuse size A 350 600 600/800 1200 1200 2000 2000 —
3 cycle short circuit current withstand rating ® kA 15 30 50 50 50 65 65 —
Endurances
Min. Electrical endurance,
pf=0.75-0.80 operation cycles 6000 1000 1000 500 500 500 500 400
Min. Electrical endurance,
pf = 0.40 - 0.50 operation cycles @ @ @ @ @ @ @ @
Mechanical endurance operations 20,000 20,000 10,000 10,000 10,000 6000 6000 6000
Physical characteristics
Weight, switches 3 pole b 2.9 5.7 1.4 35.9 38.55 127.7 127.7 127.7
4 pole b 3.5 6.8 14.3 45.15 49.56 149.7 149.7 149.7
Dimension, switches 3 pole H in 6.69 8.66 9.84 14.65 14.65 215 215 215
W in 6.67 8.70 10.48 14.25 14.25 18.11 18.11 18.11
D in 3.27 4.15 5.47 4.92 4.92 10.67 10.67 10.67
Shaft set screw tightening torque Ib. in. 14-17.7 - — — — — — —
Shaft size — squareD in 24 x .24 AT x .47 AT x .47 AT x .47 AT x .47 AT x .47 AT x .47 AT x .47
mm 6x6 12x12 12x12 12x 12 12x12 12x12 12x 12 12x 12
iﬂg@"gg?ﬁ:ﬁt Lorque for Ib. in. 62 142 184 184 184 438 438 438
Terminal lug kits OZXA-200 OZXA-400 OZXA-800 OZXA-30 OZXA-28 OZXA-28 OZXA-28/2 OZXA-28/2
Wire range AWG #4-300kemil® #2-600kcmil® | (2)#2-600kemil® | (2)#2-600kemil® |  (4)#2-600kemil | (4)#2-600kcmil (8)#2-600kcmil|  (8)#2-600kcmil
Torque:
Wire tightening Ib. in. 200 375 375 375 375 375 375 375
Lug mounting Ib. in. 72 240 240 230 230 230 230 230
Auxiliary contacts OA_G_ OA_G_ OA_G_ OZXK-_ _ OZXK-_ _ OZXK-_ _ OZXK-_ _ OZXK-_ _
NEMA ratings, AC A600 A600 A600 A600 A600 A600 AB00 AB00
AC rated voltage VAC 600 600 600 600 600 600 600 600
AC thermal rated current A 10 10 10 10 10 10 10 10
AC maximum volt-ampere making VA 7200 7200 7200 7200 7200 7200 7200 7200
AC maximum volt-ampere breaking VA 720 720 720 720 720 720 720 720
NEMA ratings, DC P600 P600 P600 P600 P600 P600 P600 P600
DC rated voltage VvDC 600 600 600 600 600 600 600 600
DC thermal rated current A 5 5 5 5 5 5 5 5
DC maximum make-break VA 138 138 138 138 138 138 138 138
Torque: Wire tightening Ib. in 7 7 7 7 7 7 7 7
Wire range AWG #22 - #14 #22 - #14 #22 - #14 #22 - #14 #22 - #14 #22 - #14 #22 - #14 #22 - #14
® UL Listed switches are also CSA Approved.
@ UL98 overload test, 50 operations, pf 0.40 - 0.50 at 2x FLA.
® Multi-tap lug available, please see pg. 18.24 and 18.27.
@ Fuse size 70A for RK5
® |EC rated only.
® When protected by any Listed fuse or Listed circuit breaker whose current rating does not exceed the maximum thermal current rating of the switch.
Low Voltage Products & Systems 18.59
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c,o“‘\ee‘-' Technical data
of $ P OT16F3 - OT100F3
/\@0“6,8@ IEC
IEC

Catalog number 3 pole OT16F3 OT25F3 OT40F3 OT63F3 OT80F3 OT30F3 OT60F3 OT100F3

Rated insulation and operation 40°C

voltage, AC20 and DC20 \ 750 750 750 750 750 750 750 750

Rated impulse withstand voltage kV 8 8 8 8 8 8 8 8

Rated thermal current, |,

AC 20/DC 20 open ® A 25 32 40 63 80 40 63 115
40°C enclosed A 25 32 40 63 80 40 63 115
60°C enclosed A 25 32 40 63 80 40 63 115

Rated operational currents

AC 21A <500V A 16 25 40 63 80 30 60 100
<690V A 16 25 40 63 80 40 63 100
<1000V A - - - - - - - -

AC 22A <500V A 16 25 40 63 80 40 63 100
<690V A 16 25 40 63 80 40 63 100
<1000V A - - - - - - - -

AC 23A <415V A 16 20 23 45 75 40 63 80
<500V A 16 20 23 45 58 40 60 60
<690V A 10 11 12 20 20 40 40 40
<1000V A — - - - - — - -

Rated operational currents/poles in series

DC21A 48v A 16/1 25/1 32/1 45/1 63/1 40/1 63/1 100/1
110V A 16/2 25/2 32/2 45/2 63/2 40/2 63/2 100/2
220V A 16/3 25/3 32/3 45/4 63/4 40/4 63/4 100/4
440V A 16/4 25/6 32/6 (€] Q® Q® Q® Q®
750V A 16/8 25/8 32/8 Q® Q® Q® Q® (€}

DC22A 48V A 16/1 25/1 32/1 45/1 63/1 401 63/1 100/1
110V A 16/2 25/2 32/2 45/2 63/2 40/2 63/2 100/2
220V A 16/3 25/3 32/4 45/4 63/4 40/4 63/4 63/4
440v A 16/6 25/8 (€] (€] Q® (€] Q® (€]
750V A 16/8 25/8 ® ® (€] (€] Q® (€]

DC23A 48V A 16/1 25/1 32/1 45/1 63/1 40/1 63/1 100/1
110V A 16/2 25/2 32/2 45/2 63/2 40/2 63/2 100/2
220V A 16/4 25/4 32/4 45/4 63/4 40/4 63/4 63/4
440V A 10/4 ® ® ® ® ® Q® ®
750V A 16/8 ® ® ® ® ® Q® Q®

Rated operational power

AC23A 230V kW 3 4 55 11 22 {25 11 22
400/415V kW 7.5 9 11 22 37 15 18.5 37
500V kW 7.5 9 11 22 37 15 18.5 37
690V kW 7.5 9 1 15 18.5 15 15 37

Short-circuit current kA 50 50 50 50 50 50 50 50

with back-up fuses of size A 25 32 40 63 80 100 100 100

2 poles
in series

® The ambient air temperature does not exceed +40°C and its average over a

period of 24 hours does not exceed +35°C according to IEC 947.
@ |EC 947-3, utilization category B, infrequent operation.
® Not available at time of printing, please consult factory.

18.60

3 poles
in series

4 poles
in series

Low Voltage Products & Systems
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Technical data
OT200U03 — OETL-NF3150

IEC

IEC

Catalog number 3 pole 0T200U03 0T400U03 0OT600U03 OETL-NF800A | OETL-NF1200 | OETL-NF1600 | OETL-NF2000 OETL-NF3150

Rated insulation and operational 40°C

voltage, AC20 and DC20 \ 1000 1000 1000 1000 1000 1000 1000 1000

Rated impulse withstand voltage kV 12 12 12 8 8 8 8 8

Rated thermal current, |,

AC 20/DC 20 open® A 250 400 800 1250 1600 2500 3150
40°C enclosed A 250 400 800 1250 1600 2300 2300 2600
60°C enclosed A - - - 1000 1250 1950 1950 2300

Rated operational currents

AC 21A <500V A 250 400 800 1250 1600 25000 25000 31502
<690V A 250 400 800 1250 1600 25002 25009 31509
<1000V A - - 800 - - - - -

AC 22A <500V A 250 400 800 1250 1600 16009 16002 16009
<690V A 250 400 800 - - - - -
<1000V A - - 800 - - - - -

AC 23A <415V A 250 400 800 800 800 800?@ 800@ 800@
<500V A 250 400 800 800 800 800@ 800@ 800?@
<690V A 250 400 800 - - - - -
<1000V A - - 800 - - - - -

Rated operational currents/poles in series

DC21A 48V A 250/1 630/2 800/2 1250/2 1600/2 2500/2 2500/2 3150/2
110v A 250/2 630/2 800/2 1250/2 1600/2 2500/2 2500/2 3150/2
220V A 250/2 630/2 800/2 1250/2 1600/2 2500/2 2500/2 3150/2
440V A 250/3 630/3 800/3 1250/3 1600/3 2500/3 2500/3 3150/2
750V A 250/4 — — — — — — -

DC22A 48V A 250/1 630/2 800/2 1250/2 1600/2 2500/2 2500/2 3150/2
110V A 250/2 630/2 800/2 1250/2 1600/2 2500/2 2500/2 3150/2
220V A 250/2 630/2 800/2 125072 1600/2 2500/2 2500/2 3150/2
440V A 250/3 630/3 800/3 — - — - —
750V A 250/4 — - — - — - —

DC23A 48V A 250/1 630/2 - — - - - -
110V A 250/2 630/2 - — - - - -
220V A 250/2 630/2 - — - - - -
440V A 250/3 - - - - - - -
750V A 250/4 - - - - - - -

Rated operational power

AC23A 230V kW 75 110 - 250 250 250 250 250
400/415V kW 132/140 220/230 450 400 400 400 400 400
500V kW 170 280 560 450 450 450 450 450
690V kW 240 355 800 - - - - -

Short-circuit current kA 100 100 100 50/509 50/509 50/63® 50/63® 50/63®

with back-up fuses of size A 400 800 800 - - - - -

2 poles 3 poles 4 poles
in series in series in series
@ The ambient air temperature does not exceed +40°C and its average over a
period of 24 hours does not exceed +35°C according to IEC 947.

@ IEC 947-3, utilization category B, infrequent operation.

® Not available at time of printing, please consult factory.

@ 690V / 500V

Low Voltage Products & Systems 18.61
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Technical data

OT16F3 - OT100F3

IEC

IEC

Catalog number 3 pole OT16F3 OT25F3 OT40F3 OT63F3 OT80F3 OT30F3 OT60F3 OT100F3
Rated short-circuit making capacity,
prospective peak value, ICM KA 0.7 0.7 0.7 14 1.4 3.6 3.6 3.6
Rated short time withstand current,
RMS [EW 0.2s kA — — - - — - - -
RMS IEW 1.0s kA 0.5 0.5 0.5 1 1 2.5 25 2.5
AC breaking capacity
pf=0.35 <415V A 128 160 184 240 304 320 504 640
<500V A 128 160 184 240 256 320 480 480
<690V A 80 88 96 160 160 320 320 320
DC breaking capacity/poles in series
L/R = 15ms
<48V A 64/1 100/1 128/1 180/1 252/1 160/1 252/1 400/1
<110V A 64/2 100/2 128/2 180/2 252/2 160/2 252/2 400/2
<220V A 64/3 100/4 128/4 180/4 180/4 160/4 252/4 252/4
<440V A @ (0] (0] (O] (0] (0] (0] (O]
<750V A @ (0] (0] (0] (0] (0] (0] (O]
Physical characteristics
Electrical endurance at rated operational
current, pf = 0.65 operation cycles 3000 3000 3000 3000 3000 3000 3000 3000
Mechanical endurance operations 20,000 20,000 20,000 20,000 20,000 20,000 20,000 20,000
Weight 3 pole kg 0.11 0.11 0.11 0.27 0.27 0.36 0.36 0.36
4 pole kg 0.15 0.15 0.15 0.35 0.35 0.5 0.5 0.5
Dimension 3 pole H mm 68 68 68 91.5 91.5 100 100 100
W mm 35 35 35 52.5 52.5 70 70 70
D mm 56 56 56 725 725 75 75 75
Power loss per pole w 0.3 0.6 1 1.4 2.8 1 1.6 4
Shaﬂsize—squareD mm 6x6 6x6 6x6 6x6 6x6 6x6 6x6 6x6
Switch operating torque for
rotary 3 pole switches Nm 1 1 1 1.2 1.2 2 2 2
Suitable conductor cross section Cu mm2 0.75-10 0.75-10 0.75-10 15-25 1.5-25 15-25 1.5-25 10-70
Bolt size - - - - - - - -
Auxiliary contacts OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _ OA1G_ _
Ratings according to IEC 947-5-1
Rated voltage, Ui VAC 690 690 690 690 690 690 690 690
Thermal current, Ith A 16 16 16 16 16 16 16 16
AC12/DC121€,A U€ =120V A - - - - - - - -
125V A - - - - - - - -
240V A 6@ 6@ 6@ 6@ 6@ 6@ 6@ 6@
250V A - - - - - - - -
400V A 4@ 4@ 4@ 4@ 4@ 4@ 4@ 4@
415V A — - — - — — — -
440v A — - — - — — — —
480V A — — — - — — — -
500V A — — - — - — — —
600V A — — — — - — — —
690V A 20 20 2@ 2@ 2@ 2@ 2@ 2@

2 poles
in series

@ Not available at time of printing, please consult factory.

@ AC15, according to IEC947-5-1.
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OT200U03 - OETL-NF3150 76%’%6:’0,

IEC 0;9’;’/0&/

IEC

Catalog number 3 pole 0T200U03 0T400U03 0T600U03 OETL-NF800A | OETL-NF1200 | OETL-NF1600 | OETL-NF2000 | OETL-NF3150
Rated short-circuit making capacity,
prospective peak value, 1.»500/690V kA 30 65 80 105 105 140/105 140/105 140/105
Rated short time withstand current,
RMS lew 0.2s kA 15 28 36 - - - - -
RMS lew 1.0s kA 8 15 20 50 @ 50 @ 80 @ 80 @ 80 @
AC breaking capacity
pf=0.35 <415V A 2000 3200 5760 6400 6400 6400 6400 6400
<500V A 2000 3200 5600 6400 6400 6400 6400 6400
<690V A 2000 3200 5600 2500 ® 2500 ® 4800 @ 4800 ® 4800 @
DC breaking capacity/poles in series
L/R = 15ms, 3 pole in series
48V A 1000/2 (0] 0] (0] (0] (0] 0] (0]
110V A 1000/2 (0] 0] @ (0] (0] 0] (0]
220V A 100072 1600/2 2000/2 1900/2 2600/2 2600/2 2600/2 2600/2
440V A 1000/3 1600 2000/3 (0] (0] (0] 0] (0]
750V A 1000/4 (0] (0] (0] (0] (0] (0] (0]
Physical characteristics
Electrical endurance at rated operational
current, pf = 0.65 operation cycles 1000 1000 1000 500 500 100 ® 100 ® 100 ®
Mechanical endurance operations 20,000 16,000 10,000 10,000 10,000 6000 6000 6000
Weight 3 pole kg 1.2 2.2 5.2 16.3 17.5 37 37 37
4 pole kg 1.6 2.6 6.5 20.5 225 47 47 47
Dimension 3 pole H mm 162 216 250 372 372 546 546 546
W mm 219 260 266 363 363 468 468 468
D mm 92.5 130 139 125 125 271 271 271
Power loss per one pole w 6.5 10 40 40 67 90 90 140
Shaft size — square [ mm 6x6 12x12 12x12 12x 12 12x12 12x12 12x12 12x12
Switch operating torque for
rotary 3 pole switches Nm 7 16 21 21 21 50 50 50
Suitable conductor cross section Cu mm? — — — — — — — -
Bolt size 8x25 10x 30 12x 40 12 x 60 12x 60 12 x 60 12 x 60 12 x 60
Auxiliary contacts OA_G_ OA_G_ OA_G_ OZXK-_ _ OZXK-_ _ OZXK-_ _ OZXK-_ _ OZXK-_ _
Ratings according to IEC 947-5-1
Rated voltage, U; VAC 690 690 690 690 690 690 690 690
Thermal rated current, |y, A 16 16 10 10 10 10 10 10
AC12/DC12 1., A U= 120V A — — 8/— 8/— 8/— 8/— 8/— 8/—
125V A - — /1.1 —/11 —/14 —/1.1 —/1.1 —/141
240V A 6/— 6/— 6/— 6/— 6/— 6/— 6/— 6/—
250V A — — —/0.55 —/0.55 —/0.55 —/0.55 —/0.55 —/0.55
400V A 4/— 4/— 4/— 4/— 4/— 4/— 4/— 4/—
415V A - - 4/— 4/— 4/— 4/— 4/— 4/—
440V A - - —/0.31 —/0.31 —/0.31 —/0.31 —/0.31 —/0.31
480V A — — 3/— 3/— 3/— 3/— 3/— 3/—
500V A — — 3/0.27 3/0.27 3/0.27 3/0.27 3/0.27 3/0.27
600V A - - —/0.2 —/0.2 —/0.2 —/0.2 —/0. 2—/0.2
690V A 2/— 2/— 2/— 2/— 2/— 2/— 2/— 2/—
_2 pole_s 3 pole_s 4 pole_s
In series In series In series
@ Not available at time of printing, please consult factory.
@ Maximum distance between busbar support and switch terminal 70mm.
® pf0.95.
@ pf 0.65.
©® |EC 947-3, utilization category B, infrequent operation.
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Technical data
OS30FA_12 — OES800L3
UL & CSA

UL & CSA

Catalog number 3 pole OS30FA_12 0860J12 08100J03 08200403 08400403 08600J03 OES800L3
Approvals @ 2 pole N/A N/A IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
3 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
4 pole UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC UL98 & IEC
Technical ratings -40° to 40°C
General purpose amp rating A 30 60 1 00 200 400 600 800
pf=0.7-0.8
Max operating voltage \ 600 600 600 600 600 600 600
Max horsepower rating/
Max motor FLA current
pf=0.4-0.5
Three phase
240V HP/A 7.5/22.0 15/42.0 30/80.0 60/145.0 125/312.0 200/480.0 250/602.0
480V HP/A 15/21.0 30/40.0 60/77.0 125/156.0 250/302.0 400/477.0 500/590.0
600V HP/A 20/22.0 50/52.0 75/77.0 150/144.0 350/336.0 500/472.0 600/ —
Single phase
120V HP/A 2/24.0 - - - - - -
240V HP/A 3/17.0 - - - - - -
Short circuit rating with fuse kA 200 200 200 200 200 200 100
UL Fuse size A 30 60 100 200 400 600 800
UL Fuse type J/CC J JIT JIT J J L
Endurances
Min. Electrical endurance,
pf=0.75-0.80 operation cycles 6000 6000 6000 6000 1000 1000 500
Mechanical endurance
operation 20,000 20,000 20,000 20,000 12,000 10,000 7000
Physical characteristics
Weight 3 pole Ib 1.54 2.86 3.30 5.9 12.56 28.66 37.44
4 pole Ib 1.98 3.52 3.96 75 15.21 37.48 46.26
Dimension 3pole H in 3.66 3.94 5.67 6.5 9.29 12.04 10.10
W in 4.15 5.63 7.07 71 10.04 13.50 14.80
D in 4.10 5.04 5.10 52 6.93 9.17 9.17
Shaft size square O in 24 x .24 24 x .24 24 x .24 24 x .24 AT x .47 AT x .47 AT x .47
mm 6x6 6x6 6x6 6x6 12x12 12x12 12x12
Switch operating torque Ib. in. 26.6 35.5 70.9 195 195 248 248
for rotary 3 pole switches
Terminal lug kits Integral Integral OZXA-24 OZXA-200 OZXA-400 OZXA-800 OZXA-27
Wire range AWG #18-8 #14-4 #14-2/0 #4 — 300kcmil #2 — 600kemil (2) #2 - 600 kemil (2) #2 - 600 kemil
Torque:
Wire tightening Ib. in. 17 30 120 200 500 500 500
Lug mounting Ib. in. N/A N/A 50 72 480 480 480
Auxiliary contacts OA4G_ | OA1/3G_ OA_G_ OA_G_ OA_G_ OA_G_ OA_G_ OZXK-__
NEMA ratings, AC - A600 A600 A600 A600 A600 AB00 AB00
AC rated voltage VAC 250 600 600 600 600 600 600 600
AC thermal rated current A 6 10 10 10 10 10 10 10
AC maximum volt ampere making VA — 7200 7200 7200 7200 7200 7200 7200
AC maximum volt ampere breaking VA — 720 720 720 720 720 720 720
NEMA ratings, DC - P300 R300 R300 R300 P600 P600 P600
DC rated voltage VvDC - 300 300 300 300 600 600 600
DC thermal rated current A - 1 1 1 1 1 7 5
DC maximum make break current A - 28 28 28 28 28 28 138
Torque:
Wire tightening Ib. in. 7 7 7 7 7 7 7
Wire range AWG | #22-14/#18-14 #18-14 #18-14 #18-14 #18-14 #18-14 #20-12

® The following UL Listed switches are also CSA approved.
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OS30FA_12 — OES800L3 R, Repy S
_ S, e ¢
IEC % Co
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Catalog number 3 pole OS30FA_12 0860J12 08100403 08200403 08400403 08600J03 OES800L3
Technical ratings -40° to 40°C
Rated insulation voltage
Pollution degree 3 ® Vv 1000 1000 1000 1000 1000 1000 1000
Dielectric strength  50Hz/60Hz, 1 min kV 10 10 10 10 10 10 10
Rated impulse withstand voltage kV 12 12 12 12 12 12 12
Rated thermal current, |,/
max. fuse power dissipation ®
AC 20/DC 20 open @ AW 32/3.5 63/7.5 160/12 200/17 400/45 630/60 800/65
40°C enclosed AW 32/3.5 63/7.5 160/10, 135/12 200/17 400/34, 360/37 600/45, 570/50 720/55
Enclosed with solid links AW 32 85 175 280 450 700 900
with minimum cable cross section Cu  mm® 6 16 70 95 240 2x185 2 x 240
Rated operational voltage AC 20 and DC 20V/ 1000 1000 1000 1000 1000 1000 1000
AC Rated operational currents
AC 21A <500V A 32 63 160 200 400 630 800
<690V A 32 63 160 200 400 630 800
AC 22A <500V A 32 63 160 200 400 630 800
<690V A 32 63 160 200 400 630 800
AC 23A <500V A 32 63 © 160 ©® 200 400 630 720
<690V A 32 630 160 © 200 400 630 720
DC Rated operational currents/poles in series
DC21A 48V A 322 ® @ @® 200/1 400/2 - 800/2
110V A 32/2 @ 0] 200/1 400/2 - 800/2
220V A 32/2 @ 0] 200/1 400/2 - 800/2
440V A 32/4 63/4 160/3 200/2 400/2 - 800/2
750V A - @ (©] 180/4 400/3 - 800/3
1000V A - 0] (0] - 400/4 - 800/4
DC22A 48V A 32/2 ® @ @® 200/1 400/2 - 800/2
110v A 32/2 @ @® 200/1 400/2 - 800/2
220V A 32/2 @ 0] 200/1 400/2 — 800/2
440V A 32/4 63/4 160/3 200/2 400/2 — 800/2
750V A — 0] 0] 180/4 400/3 — 800/3
1000V A - @ (©] - 400/4 - 800/4
DC23A 48V A 32/2 ® 0] ©] 200/1 400/2 - 800/2
110v A 32/2 0] 0] 200/1 400/2 - 800/2
220V A 32/2 @ @® 200/1 400/2 - 800/2
440V A 32/4 63/4 160/3 200/2 400/2 — 800/2
750V A - 0] 0] 180/4 400/3 — 800/3
1000V A — 0] 0] — — — 800/4
Rated operational power AC23A
230V kW 8 18.5 45 60 132 200 200
400V kW 14 30 80 110 220 355 350
415V kW 15 30 90 110 230 355 380
500V kW 18 37 110 140 280 450 470
690V kw 25 60 132 190 400 630 600
.2 pole_s 3 pole_‘s 4 polgs 2 + 2 parallel contacts in series
in series in series in series
@® Ambient temperature 60°C: derating 20 percent. Mounting on ceiling: derating 10 percent. Mounting on wall, horizontal fuses: derating 8 percent.
@ The ambient air temperature does not exceed +40°C and its average over a period of 24h does not exceed +35°C according to IEC 947.
® For 30A switches, use 2 + 2 parallel contacts in series.
@ Available on request.
® IEC 947-3, utilization category B, infrequent operation.
® Pollution degree 3: Conductive pollution occurs, or dry, non-conductive pollution occurs, which becomes conductive due to condensation.
Low Voltage Products & Systems 18.65
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<& g IEC
Catalog number 3 pole OS30FA_12 0860J12 08100403 08200403 08400J03 08600J03 OES800L3
Rated breaking capacity
in category AC-23A 500V A 256 504 1280 1600 3200 5760 5760
690V A 256 504 1280 1600 3200 5760 5760
Rated breaking capacity/poles in series
in category DC-23 <220V A 128/2 — — 1000/2 1600/2 3200/2 3200/2
440V A 128/4 - — 1000/2 1600/2 3200/2 3200/2
500 - 750V A — — — 1000/3 1600/3 3200/3 3200/3
1000V A - - - - - 3200/4 3200/4
Rated conditional short-circuit current r.m.s. @
80 kA, 415V kA 9 17 22 35 40 75 75
100 kA, 500 V kA (5 17 22 37.5 40 75 75
50 kA, 690 V kA 6 13 15 35 35 60 60
Rated short time withstand current, 1s. kA 1 2.5 5 8 10 16 16
Rated capacitor power
The capacitor rating of the fusible
disconnect switch is limited by the fuse link
400V kVar 15 30 - - 180 250 310
415V kVar 15 32 — - 200 270 340
690V kVar 25 50 — — 325 450 550
Power loss/pole
with rated current, without fuse w 2 4 9 8 30 46 77
Mechanical endurance operations 20,000 20,000 20,000 20,000 16,000 10,000 10,000
Fuse types, IEC 269-2 DIN 43620 - 000, 00 000, 00 - 0-2 3 3
NFC | 10x 38, 14 x 51 14 x 51, 22 x 58 22 x 58 - 0-2 3 -
BS 88 A1, A2, F1 A2 - A3 A2 - A4 B1-B2 B1-B4 C1-C2 C1-C3
size/distance of link bolts M4/44.5(A1) M5/73 M5/73 Mé/111 M8/111 M10/133, 184 M10/133, 184
M5/73(A2) M8/94
Physical characteristics
Weight 3 pole kg 0.7 1.3 1.5 2.6 5.7 13.0 17.0
4 pole kg 0.9 1.6 1.8 7.9 6.9 17.0 21.0
Dimension 3 pole Hmm 93 100 144 198.5 236 306 282
W mm 106 143 179 181.5 255 343 376
D mm 104 120 129 132 176 233 233
Shaft size squareD mm 6x6 6x6 6x6 6x6 12x12 12x12 12x12
Terminals
Built-in terminal size mm® 0.5-10 25-25 = - = - =
Terminal bolt size, metric thread
diameter x length mm — - — M6 x 20 M8 x 25 M10 x 40 M12 x 40 M12 x 40
Terminal bolt tightening torque Nm 2 3.5 6-9 15-22 30-44 50-75 50-75
Fuse-links bolts tightening torque Nm 2 3.5 35-5 4 15 40 40
Operating torque Nm 3 4 8 7 22 28 28
Auxiliary contacts OA4G_ | OA1/3G OA_G_ OA_G_ OA_G_ OA_G_ OA_G_ OZXK-_
(0] @ @ @ @
Ratings according to IEC 947-5-1
Rated voltage, U, VAC 690 690 690 690 690 690 690 690
Thermal current, |, A 10 16 16 16 16 16 16 10
AC12/DC12, |, U =24V Al —/6 = - = — = - =
120V Al —/6 - - - - - - 8/—
125V A - - - - - - - —/14
230V A - 6/ — 6/ — 6/— 6/ — - - 6/—
250V A| 3/041 — - — - — — —/0.55
400V A — 4/ — 4/ — 4/ — 4/ — — — 4/ —
415V A — — - - - - — 4/ —
440V Al 2/— - - - - - - —/0.31
480V A - - - - - - - 3/—
500V A — - - - - - - 3/0.27
600V A — — — — - — — —/0.2
690V A — 2/ — 2/ — 2/ — 2/— 2= 2/ — Bl =

® AC15/DC12, according to IEC 947-5-1
@ AC15, according to IEC 947-5-1

® Values shown are corresponding max. allowed cut-off current, peak-values per single phase fuse tests.
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Auxiliary contact timing diagrams Sy, 0,
OT16 — OT100 %8, Bep, ooy

Legend

Main contacts

: O‘III\ I 4 @
N.O. auxiliary contact —f\l’—

1
N.C. auxiliary contact =—~~§—

0° 30° 60° 9|0°(x

O

(_ Ouuw 1

©) - OFF
®

OFF ) ON
0 C— |

(@8
mmp = Contacts in closed position
<4mm = Contacts in closed position
Contacts closing Contacts opening
® Main contacts close @ Main contacts open
@ N.O. auxiliary contacts close ® N.O. auxiliary contacts open
® N.C. auxiliary contacts open ® N.C. auxiliary contacts close
0° 30° 60° 90°¢,
0T16, 0T25, 0T40 Main contacts _—r_
Catalog number Auxiliary contact Contact configuration OA1G10 N.O. auxiliary contact —ri’—
OA1G10 1N.0. OA1G01 N.C. auxiliary contact —54—
OT16, OT25, OT40 OA1GO1 1N.C. B |
0A2G11 1N.O.&1N.C. OALGH1 N.O. auxiliary contact —_
I
N.C. auxiliary contact —Lg— F
OFF msssssssmp ON
0 <CeE— |
mmp = Contacts in closed position
<4mm = Contacts in closed position
0° 30° 60° 90°¢,
Main contacts _»r_
0T63, oT80 OA1G10 N.O. auxiliary contact —ri’—
Catalog number Auxiliary contact Contact configuration OA1GO01 N.C. auxiliary contact —:q.—
OA1G10 1N.O. N.O. auxiliary contact ——:V—
0763, OT80 OA1GO1 1N.C. OA2G11 |
0A2G11 1N.O.&1N.C. N.C. auxiliary contact =g~
OFF sy ON
0 <—— |
mmp = Contacts in closed position
<4mm = Contacts in closed position
0° 30° 60° 90°¢,
]
T T T Main contacts —
1
0T30, 0T60, OT100 OA1G10 N.O. auxiliary contact _,ir_
Catalog number Auxall:r;/cc_:‘:rgact Conta\cf1 c;r;n)g.;uratlon OA1GO1 N.C. auxiliary contact ; ——
OT30, OT60, OT100 OA1GO1 1N.C. N.O. auxiliary contact —+— -
OA2G11
on2G1t TNO.&1NC. N.C. auxiliary contact —L,— F

Low Voltage Products & Systems

OFF msss) ON
0 <— |

mmp = Contacts in closed position
<4mm = Contacts in closed position
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o(\o"'eg Auxiliary contact timing diagrams
o A OT200U — OETL-NF3150
‘-”ieo“(\@
&%

OT200U03 - OT600U03

Catalog number Auxiliary contact Contact configuration

OT200U03 - OA1G10 1 N.O.
OT600U03 OA3G01 1N.C.
Contact type Shaft Handle movement
movement
TEST OFF ON
-45 0 30 60 90
Main contacts O Inmp-|
o<l
NO contacts 0 Himp-|
inside the mechanism 0 <l
NC contacts 0 I1imp|
inside the mechanism 0 <€l

NO test indication-only contacts 0 I111m-|
inside the mechanism 0 <l

NC test indication-only contacts 0 I111mp|
inside the mechanism 0 <€muil

NO auxiliary contacts in the 0 Himp-|
module on the side of the switch 0 <1

NC auxiliary contacts in the O limp-|
module on the side of the switch 0 <l |

OETL-NF800A - OETL-NF3150

Catalog number Auxiliary contact Contact configuration

OETL-NF800A — OZXK-1 1N.0.&1N.C.
OETL-NF3150 OZXK-2 2N.0.&2N.C.
0ZXK-3 4N.O.&4N.C.

18.68

0° 30° 6(|)° 99°oc

Main contacts —

N.O. auxiliary contact —fi’—
N.C. auxiliary contact —— ﬁ;
OFF sy ON
E——

I

0
mmp = Contacts in closed position
<mm = Contacts in closed position

OZXK-1
0OZXK-2
OZXK-3
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Auxiliary contact timing diagrams 8y, 50,
0S30_-0S100 R, e e
. 06 6@ ¢
n S
%,
c?g(e /4
Legend
0° 30° 60° 90° a
|
0% | O
Main contacts —
! 0fl (4
N.O. auxiliary contact —7—
! ©® 5
N.C. auxiliary contact —~~§— @
OFF mssssssmp ON &
() |
mmp = Contacts in closed position
<4mm = Contacts in closed position
Contacts closing Contacts opening
® Main contacts close @ Main contacts open
@ N.O. auxiliary contacts close ® N.O. auxiliary contacts open
® N.C. auxiliary contacts open ® N.C. auxiliary contacts close
0S30_ -45° 0° 30° 60° 90°a
_____ 1
Catalog number Auxiliary contact Contact configuration :-
Main contacts — |
OA4B1C 1N.O. &1 N.C. N |
0S30 OA1G10 1N.O. OA4B1C N.O. auxiliary contact —— -
OA3GO1 1N.C. OA4B1C N.C. auxiliary contact —54— |
OA1G10 N.O. auxiliary contact _/E’— t |

0S60

Catalog number

Auxiliary contact

Contact configuration

1
OA3GO01 N.C. auxiliary contact —i = m—

Test OFF ON
=0 (EEEEE—— 1

-45° 0° 30° 60° 90° a
]

Main contacts —

0s60

OA1G10
OA3GO01

1N.O.
1N.C.

Installed in mechansim '

OA1G10 N.O. auxiliary contact —4’—

0S100

Catalog number

Auxiliary contact

Contact configuration

|
r
OA3GO01 N.C. auxiliary contact “4- :—_—

Installed on side of switch
OA1G10 N.O. auxiliary contact —/— t

0A3GO1 N.C. auxiliary contact \r *—
|

Test OFF ON
—)

-45° 0° 30° 60° 9|0° o

Main contacts

0S100

OA1G10
OA3GO01

1N.O.
1N.C.

_—(_
Installed in mechanism

N.O. auxiliary contact —4’— -

I
OA3G01 N.C. auxiliary contact =~
Installed on side of switch | |
OA1G10 N.O. auxiliary contact —*"— =
OA3G01 N.C. auxiliary contact —,4—
GA1870N.0. auxiiary contact —
auxiliary contac -

ry _AI’ :
OA3GO01 N.C. auxiliary contact — -

v L_-

Test
OFF ON
<«m’ 0 4_— 1
Low Voltage Products & Systems 18.69
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oo Auxiliary contact timing diagrams
o ¢ 0S200 - OES800

08200 - 0S600

Contact type Shaft Handle movement
movement
TEST OFF ON
-45 0 30 60 90
Main contacts 0 Iy
0 <G|
NO contacts 0 |
inside the mechanism 0 <@l
NC contacts 0 Hump-|
inside the mechanism 0 <@l
NO test indication-only contacts 0 I111mp|
inside the mechanism 0 <G|
NC test indication-only contacts 0 I1inmp-|
inside the mechanism 0 <@l
NO auxiliary contacts in the 0 Himp-|
module on the side of the switch 0 <l
NC auxiliary contacts in the O 1wy
module on the side of the switch 0 < |
OES800 0° 30° 60° 90
Catalog number Auxiliary contact Contact configuration { |
OZXK-1 1N.0.&1N.C. Main contacts —_—
0ZXK-2 2N.O. &2 N.C. :
OES800 0OZXK-3 4 N.O. &4 N.C. N.O. auxiliary contact —T1"—
OZXK-4 2 N.O. !
OZXK-5 4 N.O. N.C. auxiliary contact —<§—
OZXK-6 8 N.O.
OFF ON
0 e— >
0ZXK-1
0ZXK-2
0ZXK-3
OZXK-4
0ZXK-5
OZXK-6
18.70 Low Voltage Products & Systems
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Technical data sﬁo%
Other configuration descriptions /B%ZO/,G';%,
Oc'?gé/%/

Conversion mechanisms

6 or 8 pole @ POS.O| POS.I
6 (8) pole mechanism allows two switches controlled SW. A o X
by one handle to open or close simultaneously. SWA f----/SWB SWA /f----/ SWB .
SW. B O X
X = Closed

.— ’ O = Open

=N
N\
N
S\

®

®
'ﬁ::s'f)elrent'nggg;ism manually transfers between POS. || POS.O | POS.II
two power sources using two switches and a center SW.A SW.B SW.A[ (SW.BSW.A(  (SW.B SW. A X l¢] o
"OFF" position. SW.B o o X
X = Closed
0= Open

°o-®
é

-
1

Bypass® @
Bypass mechanism operates three switches: Two POS. | | POS.O | POS.II
itches i ; h itch t SWA( SWA( SWA
:\Ill\g \; peos \AI/Z rss;lgzsasnd one changeover switch to SW.A o) o) X
[oEVICE] e |DEVI|CE| swo [PEVICE] /e SW. B 0 0 X
swB SWB SWB SW. C X (6] (0]
X = Closed
I ' I O = Open
[} (o] 1]
[} SW.A | SW.B
Mechanical interlock POS. 1 |POS. O
Mechanical interlock mechanism prevents both SW. A X fo)
Exléches from being in the ON position at the same swaA £-%--/ swB swa f- X_7 swB SW.B 0 X
X = Closed
O = Open
@ Transfer and bypass enclosed switches include the load side bussed or cabled together and all switches come standard with ground lugs.
@ = Three poles
Low Voltage Products & Systems 18.71
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o NEMA Environmental ratings

Introduction

An enclosure is a surrounding case constructed to provide a
degree of protection to personnel against accidental contact
with the enclosed equipment and to provide a degree of
protection to the enclosed equipment against specified

environmental conditions.

A brief description of the more common types of enclosures

tests.

capabilities follows. Refer to NEMA Standards Publication for
more information regarding applications, features and design

Individual NEMA product Standards Publications or third party

certification standards may contain additional requirements for

used by the electrical industry relating to their environmental

Definitions pertaining to nonhazardous locations

Type 1

Enclosures are intended for indoor use
primarily to provide a degree of protection
against limited amounts of falling dirt.
(NEMA Standard 7-15-1991.)

73
é

Type 3R

Enclosures are intended for outdoor use
primarily to provide a degree of protection
against rain, sleet and damage from external
ice formation. (NEMA Standard 7-15-1991.)

e é

Type 4

Enclosures are intended for indoor or
outdoor use primarily to provide a degree
of protection against windblown dust and
rain, splashing water, hose-directed water
and damage from external ice formation.
(NEMA Standard 1-10-1979.)

18.72

S é
X Type 4X

Enclosures are intended for indoor or outdoor
use primarily to provide a degree of protection
against corrosion, windblown dust and

rain, splashing water, hose-directed water
and damage from external ice formation.
(NEMA Standard 1-10-1979)

O

Type 12

Enclosures are intended for indoor

use primarily to provide a degree of
protection against circulating dust, falling
dirt, and dripping noncorrosive liquids.
(NEMA Standard 7-15-1991.)

Type 13

Enclosures are intended for indoor
use primarily to provide a degree of
protection against dust, spraying of
water, oil and noncorrosive coolant.
(NEMA Standard 1-10-1979.)

product testing and performance.

Definitions pertaining to hazardous

locations
-
Class |
A,B,C,D Type 7

Enclosures are intended for indoor use in
locations classified as Class |, Groups, A, B,
C, or D, as defined in the National Electrical
Code. (NEMA Standard 7-15-1991.)

L}

Class Il
E,F,G

Type 9

Enclosures are intended for indoor use in
locations classified as Class Il, Groups E, F, or
G, as defined in the National Electrical Code.
(NEMA Standard 7-15-1991.)

Legend
‘ — Indoors

% — Outdoors
‘ — Water

— Dirt/dust

X — Corrosion

Low Voltage Products & Systems
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IEC Environmental ratings

IP ratings

indicate the degree of protection against dust, liquids and impacts. The IP degrees of protection are defined by

the French standard NFC 20-010. To rate a device's degrees of protection, the letters IP are followed by up to three
numbers. These numbers are defined as follows:

first number
protection against solid objects

second number
protection against liquids

third number
protection against mechanical impacts

s no protection
I
0

protected against solid
objects over 50mm (e.g.

6 accidental touch by hands.)

protected against solid

U
2 objects over 12 mm

(e.g. fingers)

wires)

protected against solid
objects over Tmm (small
tools & small wires)

protected against solid
3 objects over 2.5 mm (tools &

protected against dust (no
harmful deposit)

5

totally protected against dust

(e}
N

Low Voltage Products & Systems

no protection

© 3

protected against vertically
falling rain or condensation

—h
-
e

protected against direct
sprays of water up to 15°
from vertical

protected against sprays to
60° from vertical

 J protected against water
4 ‘ 6 sprayed from all directions

protected against low
pressure jets of water from
all directions

water (e.g. for use on ship
decks)

‘i protected from strong jets of

protected against the effects
of immersion between 15cm
and 1m

no protection

IP

i impact 0,225 joule
1 150g falling from 15 cm

T
l impact 0,375 joule

2 250g falling from15 cm
T

impact 0,50 joule
250g falling from 20cm

impact 2,00 joule
500g falling from 40 cm

impact 6,00 joule
1.5kg falling from 40 cm

impact 20,00 joule
5 kg falling from 40 cm

18.73
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ct .
o Definitions
=)
0‘1‘,&(@3\:\\0'5\
<& 3®

AC - Alternating current — Current that reverses its direction
of flow twice per cycle.

Ambient temperature — Temperature of the air surrounding
the unit.

Amp rating — The basic unit of measurement for electric
current (columbs / seconds).

Conventional thermal current I, — Value of the current the
disconnect switch can withstand with poles in closed position,
in free air for an eight hour duty, without the temperature

rise of its various parts exceeding the limits specified by the
standards.

Cycle duration — Total time of the on-load + off-load period.
DC - Direct current — Current that flows in only one direction.
Electrical endurance — Number of on-load operating cycles.
IEC environmental protection type — see page 18.48.

Full load amp current FLA — The current required by a motor
to produce full-load torque at the motor's rated speed.

Inductive load — An electrical load characterized by having
significant inrush (5 to 6 times FLA for typical design-B AC
induction motors).

kW — Kilowatts (1000 watts)

Lockout/Tagout — Means of removing power from electrical
equipment during inspection, service or repair.

Make / Break — ON / OFF
Mechanical endurance — Number of off-load operating cycles.

Poles in series — Means of connection poles using wires or
bus bars to increase breaking capacity of load.

Power factor — The relationship between working power and
total power consumed. Power factor measures how effectively
electrical power is being used.

Rated insulation U; — Voltage value which designates the unit

and to which dielectric tests, clearance and creepage distances
are referred.

18.74

Rated operating current I. —Current value stated by the
manufacturer and taking into account the rated operating
voltage U., the rated frequency, the rated duty, the utilization
category, the electrical contact life and the type of protective
enclosure.

Rated operating voltage U. — Voltage value to which
utilization characteristics of the disconnect switch are referred,
i.e. phase-to-phase voltage in 3 phase circuits.

Rated short circuit making capacity lcm— The rated short-
circuit making capacity of a disconnect switch, a disconnector
or a switch-disconnector is the value assigned to equipment at
the rated operational voltage, frequency (if any) and specified
power-factor for AC or time constant for DC. It is expressed

as the maximum prospective peak current under prescribed
conditions.

Rated short time withstand current lcywy — The rated short-
time withstand current of a disconnect switch, a disconnector
or a switch-disconnector is the value that the equipment can
carry without damage, under the test conditions specified in
the relevant product standard. The value of the rated short-
time withstand current shall be not less than twelve times the
maximum rated operational current unless otherwise stated by
manufacturer and the duration of the current shall be 1 s.

Resistive load — An electrical load characterized by not
having any significant inrush current.

Short circuit protection coordination — Co-ordination types
"1" and "2" are defined in IEC 947-4-1.

Type 1 coordination — There has to be no discharge of

parts beyond the enclosure. Damage to the contactor and the
overload is acceptable.

Type 2 coordination — No damage to the overload relay or
other parts has occurred, except that welding of contactor or
starter contacts is permitted, if they are easily separated.

Time constant — Ratio of inductance to the resistance:
L/R = mH/Ohm = ms.

Torque — The force that produces rotation. It is commonly
measured in pound-feet (Ib-ft). Torque applies to such things as
motor operations, handle rotations, wire tightening.

NEMA environmental protection type — see page 18.47.

Volt — The unit of electrical potential difference and
electromotive force.

Low Voltage Products & Systems
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Approximate dimensions N
OT16F3 - OT100F3 %,e’fo,,”@o,
)

Q
. . . C¢
0000 Inches Base & DIN rail mounted switches S,
~—00.00 /)S'
- [Millimeters]
OT16F3, OT25F3, OT40F3 — base & DIN rail mounted switch
018 pja, 0% 0% U 0'54
o [ IEE ll_ ] T L | I~
_loihio] 0! al
|3| (119! —— —
2 | w =
2,68 h
BI el 68 L —
OO O[] o |_”
=7 T f—
’@r v |
| 0.87
22 1.77
45
043 1.38 051
11 35 13 2.20
56

OT63F3, OT80F3 — base & DIN rail mounted switch

0% o
. f 0.24
0.1 DIA.~\ — U s
050 | " T A I . T T T/
15 @ | | \
T T
[~
O 10,002 | \]
‘Oﬂl i ‘ o——of _ O
25 322 300 1.8 — 0
\Sm / 1 ‘ EI(:)EIE o
0 O Of J | B
- 9 g |
1.71 2.47
43.5 63
2.89
o4 T
17.5
OT30F3, OT60F3, OT100F3 — base & DIN rail mounted switch
018 pia. D=0~
I U L L _ - — — —
0'1559 T r T L W 0.24
i h— L\ °
IIIN==Hl IUJ_ if \
© ® ™

L \\
SEE =R u °

3.54 3.94 1.38
5 ol | &

L1
ook ©
= eli=
[
le 220 261;8 P
0 208 Yos 208
Low Voltage Products & Systems 18.75
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e - - -
o°°°x\°‘5 Approximate dimensions
S
O ¥ o OT16FT3 - OT100FT3
e .
o€ Door mounted switches L0000 Inches
00.00 [Millimeters]
OT16FT3, OT25FT3, OT40FT3 — door mounted switch
2.64.
&7 0.430.43 0.51
2.05 11 11 13
1< 0.06 52
0.08 1.5
f i f T 11 {06 Op
O g1 1 s
——— g
LogsJ L 4 I iE 000 3@3|
0.43 oo 138 F .51
MOUNTING HOLE " 35 13
DETAIL 1‘.‘639
OT63FT3, OT80FT3 — door mounted switch
- - 0% 0% 0%
o 142 ] 60 ‘
36
o | .
¢ & ] @) ” ©) ” O
/( f} —
016 5 0.71 Ho——o D
4 ° /\ 8 1j12 1.89 2.85 |
\\J 071 36 - 72.5 |
A A Ir 1 |] |] ’_\
| N ] |ololo|pl
MOUNTING HOLE
DETAIL
2.56
65
W
052
OT30FT3, OT60FT3, OT100FT3 — door mounted switch
! 0.88 1<0.88 .| 0.88 |
[ 66.5 0%35 22.5 22.5
%" B T et o o S el R
1.89 | L | | h'[
. | _
oo omd | o b | R fmr'rf:
24 24 4
o T A | | [elleflelfel
N 0'2%4 / O 00 ‘Fl] o,
LW e N o
S 05;4 O 004 0 I
] T
) 0.88 Y [] :]ﬂ ”” ﬂ[] .Jllfg\llU
22 | T
MOUNTING HOLE | = !
DETAIL \ »l
0.43 2.76, 1.04.
~ | 11 70 26.5

18.76
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Approximate dimensions 5 %Fo,,o
.Y
OT16F6 — OT100F6 ”77@,7'0/;,9:01
. .S'/'
00.00 - (o)
< 00%0__ lnehes 6-pole switches N
OT16, 25, 40F6 — 6 Pole switches
0.43 0.51 0.430.43 0.51
138 M 13 11 11 13
3 1.85
| 1.12 y
04.158 DIA'\E/ 285 0 %834 shafﬁeﬂ
' 5] (o] 6 ] f
—_1oJooolo o ald] d 268
[OF 1ON i 10! ° B = — 68
213 | | o Q) Pl ok ] T— asmm
54 | OFF | 60 - : DIN rail
Op ) i 10! || L] = —
LJ'LC')OOO|OOO_O_T_' g
e 112_ o 138 l 222
285 35 56.5
0.43 2.76 0.43 2.68
11 lo.51 70 0.51 1 68
13 13
0OT63, OT80F6 — 6 Pole switches
069 069 069 069 0.69
175 175 175 175 175
0'18DIA4 007 2.40
45 ‘\ 52.5 14-1%974> shaftec]epth
\5 (] 0 0.24 1
| J— — 0.624
1 Opd O Oomd & On _:_ abs 3.60
r—_— 1 ON —=r > o | 915
1O , A | O: 825 = _ Po——n
285 | orr (O | O A
!_O L L I.O | | — ho——n
OO O OmO O Ot o_JI
= —J —J ~ -
[ te] R
1.89 2.07 2%955 |
0.69 48 525 0.69
043 17.5 413 17.5 043 3éi1
1 105 1 ‘
OT30, OT60, OT100F6 — 6 Pole switches
0.18pa 0.88.p-|¢-0.88. 5| 0.98_p-| ¢ 0.88 -/« 0.88
45 DA 225 | 225 | 250 | 225 | 225
276 2.48 | 250

70 63 ‘ shaft depth

el | le

i .
| olllell @llallell ® | ° | e
——— L 100
B "o O: : ° Nl = b 0g o
wo L oFF ) B A s
Lo o : | | p og e
|__: —— —
.9 [[ellof[ell Pelek © | L\
hy _n h M —
B sl 0 Bl et
0.43 2.48 2.76 2.99
I 63 70 76
- 1.04.‘
26.5

I
=)
5

\
©
=

;_

[

I' =

I
OJ

o
O
N
-

3.43
87
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000“:@9 § Approximate dimensions
OF & o OT16 - OT100F3C
S @(\ .
o Double throw switches 0000 ines
- [Millimeters]

OT16, OT25, OT40F3C - Double throw switches

0.43 0.51 0.430.43 0.51
1.38 o133 11 11 13

\ 1.12 1.85
0.20 4
04--158D|A‘\R 285 75 shaﬂZjeﬁ
_ o [0l ] f
—10Jo 0 Olo b Gld] d 268
[OF 0 OFF ;10! © B S 68
M I 7] 4
213 | | 10N I ON | 236 — Dol
54 | | | 60 T o el
LOp U Ty l! || L] =]
L(_)QQQ|QQQ(_)T q
=T T =TT |.L
=)
o 112 | 138 : 2.22
285 35 56.5
0.43 2.76. 0.43 2.68
1 To.51 70 0.51 1 68
13 13
0T45, 0T63, OT80F3C - Double throw switches
069 069 069 069 0.69
175 175 175 175 175
0.18p|A- 207 189 240
45 ‘\ 525 48 T shaft depth
‘5 (] 0 0.20 1
I~ — ’
Qoo O Oomd O OO0 Q| ibs 3.60
r—— OEE R ° | 91.5
|© = |© : 82 _ Poc——=no
25 | on (@) non | 1| = |
!_O L L LO | | HOC——0o
|ODO O OomO O O o JI
2.95
1.89 2.07 75
0.69 48 525 0.69 231
0.43 17.5, 413 17.5 0.43 é4
11 105 1
OT30, OT60, OT100F3C - Double throw switches
018 |.0.88 mle 0.88 sl _0.98_p|q.0.88 ol 0.88 .|
45 DA 225 | 225 | 250 | 225 | 225
250
2.76 2.48 | pog
70 63 ‘ shaft depth
L R P S o 0.20 |
5 lollalellallalel 0%
:_ 2 Ol OOl © | / 254
E— - 100
| |rfJ g O: : ° B =2 b od =
3.94 354 1.1 = o
100 : I I ON Il oN L1 e S S |
| |Lo o] : i =
I_ —_— —_—— —
/- /-
L9 |[O]lo][oL [@le]el © | L\
N h M —
R Ll =L ol M= efit—
0.43 2.48 2.76 2.99
1 \ 63 70 76
Lma 5.51 1.04 3.43
265 140 26.5 87
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. . . o
Approximate dimensions 3 ;f.°°o
OT160E3 & OT160ET3 Q/’;,@/:’o/,:@o,
00.00 Inches S, N
~00.00 /)S'

[Millimeters]

OT160E3 — base & DIN rail mounted switch

6.69
170

«—5.67
144

473;25 —

>

FN!

I

3.35

@ 8 138
5.00 516 %
127

=
234 ‘LI I_I

g B N
| L:';éziib‘ézﬂﬂgu_l \04.158 DIA

4.96
126

6.02
153

i

OT160ET3 — Door mounted switch

1.06 1.42 1.42 1,06
27 ST 3 TV 36 "27T
()

ey e | i

g

2.09 0.20
53 a5 D

45°
122

=T

L
I

3.31
84

76.5 74
496 3.50
126 33 MOUNTING HOLE
DETAIL

Low Voltage Products & Systems 18.79
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o . . .
0000‘(@,, Approximate dimensions
g S
0% & o OT200_ — OT400_
&
0\6\ 00.00 Inches
~T70000 T [Millimeters]
0OT200U03
3.23 6.67
82 169
2.76 5.87
70 149
0.39 l— 1.69
10 " 43 “
0.20 ——‘ ’<—
4 T T
Il @@ (g
| w=y | ey | L)
I
591
4.49 150
° 253 =]
- - ] B N 6.69
170
I
|
101 10] | ©
0511 T
i3 J
079
20
035 | |—
9
0T400U03
1
772
% 1% 213
0.67 — " 5 “
17
i
5| @ Oy
551
140
| ° 7.28
| ] _ _ _ 185
‘ g
8.66
220
o ®
1 w ‘ ‘ 7\ [O}
i 0651
16
\LJ 028 1
_Il—o1s 7 o8
s 0223
4 ." _] |
18.80
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- - - /@
Approximate dimensions 5 %Fo,,o
. ,’
OT600U03 — OETL-NF800A ”77@0 e
'S'/(')
47%8(?00 [ll\rJlﬁlri]rf;ers] /7@
OT600U03
10.48
266
543 | 9.53
138 242 256
0.93 | |— .
24 %
T 1
IO I
ot B B
Il @ @ o) |
i 307
o 9.84
o ! 250
7.09
> %§ Aé 180
10 ) i
|
ﬂ "’ T o] e
0.77
|}~ 020 \U 19.5 T O
957 5 0.52 154 —
T 13 39
4.49 | |=— 053 9.18
114 135
5.47
139
OETL-NF800A
H%zgﬂ
‘“ %8 ‘ . 504
1'2130: T 197 T ]
@ o | |
[o] [O] | S |
O [
035 | |
35 pia, \ g g o | L 059 |
o | | [ { S I]_'._ o o047
19.21 14.65
488 372 1 °
e T 8,35 ! Ll ]
3.74
95
Q
t o] i i N L =
N i ¢ 158
® '
0.94 O] b 079 B |
807 1161 15.16 v 4.92
205 — 295 — 385 ———* 125
2520g (2 Pole) (3 Pole) (4 Pole)
1071 1425  17.80
————— 272 — 362 — 452 ——=
(2Pole) (3Pole) (4 Pole)

Low Voltage Products & Systems

18.81

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage

18XU000023C0202



O‘

) eg,o“‘\:ca"v ” Approximate dimensions
O e OETL-NF1200 - OETL-NF1600

0\((\ 00.00 Inches

[Millimeters]
OETL-NF1200 575
™ 146
10.47 5.20
- 266 = 320 o
1 | 197 I '
00 ©© | ogs | |
@9 @9 | | |
| |
0.35 | lo Io I | |
5”0 DIA. .
9 | © | | © ! O | *01559 [
ety P i L B e
- o
19.21 143I.7%5
. °
R Tias 835 |l o ]
212
3.74
95
9]
| ] 3 i A% b ST
I I o
o ’ 15
| 9 | (J .
@ @ L 0.79
oo - ¢ <
1.57
8.19 11.73 15.27 0
034 208 — 208 — 388 —m 492
(2 Pole) (3 Pole) (4 Pole)
10.71 14.25 17.80
e 272 — 362 — 452 — =
(2 Pole) (3 Pole) (4 Pole)
OETL-NF1600
0.55 pia,
4 le394_ o
0.47 pia. 100
? 1.58 1.28 0.79
@ @ @ @ 40 _ 325 20
o6 oo | —
o (o] —=0
o o oycue:
T T
35 DIA.
O L|O ] : £
o o] i i _ [0 0.47
W ) lﬁ 12
25.28 21.50
642 546
@ i ol 5
3.74
95
¢ Q o LU [¢]
W= )
© o%o o%o
o 0] 0]
50 OTO0O OTO0 v
« 5.47
@ @ 139 < 411421 »| 059
10.12 15.59 21.06
0.94 257 — 396 — 535 ———————»| 10.67
24 2-pole  3-pole  4-pole 2‘71
12.63 18.11 23.58
e 3] — 460 — 599 ———————— =
2-pole  3-pole 4-pole
18.82 Low Voltage Products & Systems
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Approximate dimensions 3 ;f.°°o
OETL-NF2000 — OETL-NF3150 O fopcy
00.00 Inches %, N
~ 0000 [Millimeters] /)S'

OETL-NF2000 - OETL-NF3150

0.55
12 DIA.
0.47 100
15 DIA.

@ @ @ @ 11.’558 1.28 0.79

325 20

P : :
SN ol | d U |k
Il o] 0047

@@oo%
@@oo%

o
[
|
|

©
©

o o|©OO
©
©

©o L —

-« 441 0.59
1012 1559 21.06 e s
. 5.5! .
0.94 - 257 — 396 — 535 10,67
24 2-pole  3-pole  4-pole 27(15
12.63 18.11 23.58
321 — 460 — 599 ———————————#~
2-pole  3-pole  4-pole
Low Voltage Products & Systems 18.83
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O‘

o°°°:@" Approximate dimensions
. )
OF # s OS30FA_12 — 0S60J_12
e
0\((\ - 0000 Inches
00.00 [Millimeters]
OS30FA_12
Al 0.7
Hr -
| U
—— |
2.92
— 444
1 g ¥ || |
= i tmi -
J ”lg ‘ 3.67
T 93
——
o § J (= || IT= —L1J
152 -
39
415
410
104 105
0S60J_12
| 4.69 - 2.03 2.55
119 52 65
J v
@) I
O !
O o o o 394
O u] — o 3.62 100
7 - —H— O I i
0 0 L o) o) o
20O
[}
[|] ne A
0.17
pl
5.17 5.63
! 131 143
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18XU000023C0202 ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage



Approximate dimensions “Se,
0.
0OS100J403 — 0OS200J03 //;7&/:"0/,‘9 Scy
Qs
00.00 Inches &/0/7
~ 0000 [Millimeters] S
0S100J03
5.09
129
4.74
120
. 1.42 __,
36
|
< — e
o 441
9 ‘ o 112
_ I — _ _
" |
f
o | u
[ J K
]
0.47
12
—||--0g8 079 —
1,10 0.99 —
047 |
12
0S200J03
7.03
179
5.20 | 6.00
132 152
3.31 A1 — . 1.81___,
84 0833 ‘ 46 ‘
0.20 |}
T el el 0
[ / ad AN BN g
===l L I
(0] (0] (0}
8.56
° 3/ 217
1 _ :HD L | _ || _ _ _ 18
=|
7.82
199
o (0} (0}
w O I
[ ]n !——‘ m I ] ]
(@)
0.74 L U | ——
19 T
0.13
_|{l-_0.12 3
3 0.78
— 1.71 | 20
43 040 | |—
10
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O‘

e - - -
00‘\0“@9 . Approximate dimensions
0"“‘6,16"(9\0“ 0S400403 — OS600J03
& 00.00 Inch
% ~ 0000 ™ [l\rJI?I:Iirre\esters]
0S400J03
6.94 9.97
176 253
447 |
114
e 340 . 2.52
067 1| |-
b " 54 “
N 0.2 -1 T~
i 5Tl e o410
] - &:’m 9.38
S o ® ° ® o5 2
- s |
|1 °
SRRk —
® o ] ® [ ®
N |
AR Ja =\
O 101
. 0.20 X
- \ op I [ [l
0.45
—1},31 0’520 115
0S600J03
13.42
341
g
3.46
%
m ] m ]
0.69 — Q O
18 =
ol [o i
14.26
362
| 12.03
® ® 306
9.13
L
® ®

18.86

O
O

(7).77_f

f
T 154
39

— |-—0.53
13.5

O[O

=
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Approximate dimensions 51,500,
OES800L3 Q/’;,@/:’%:@o
00.00 Inches 'S./bf)&
~ 0000 [Millmeters] §
OES800L3
71522 |_ _____ 051 pia. - _1%8 |_ -
I |
loo| ©6 i !
*Fony | TESL TFg l T
| - T I_O_r = I_O g i [ _\ 1 -Lnﬂ. ,—l'
= L
RN ©] O ||| B o\
|
we ' 0o |
W:@ : Yo 821 m: =<
Sl e - - I a
CLeollieliliellille]] o
L e e 1
IS P ¢ _
©0 Log- oz
0.96 858 1213 1567 O
245

218 — 308 — 398
(2 Pole) (3 Pole) (4 Pole)
11.26 14.80 18.35

. 286 T 466 >

(2 pole) (3 pole) (4 pole)

Low Voltage Products & Systems

112

9.17 »
233

18.87
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Approximate dimensions

)
O (4
7 S for Terminal |
) ‘}& & or terminal lugs
Q - —
0\((\ 00.00 - Inches
00.00 [Millimeters]
OZXA-24 OZXA-30
$1;377% 3'7%0

0.79
20
0.10 4.92 @
25
D
N\

125

0.18
4.5

1.38

C.L 0.37 - > 0.75
0.41 9.5 19

N>

N

OZXA-28 & OZXA-28/2 OZXA-400

2;;437 3'7%0 34.00 |~— 30.00 —=

VAl
@ @ 11.00 I
492 @ @ #23.80 — 39.50

125
M
N\ ﬁ
138 |<—>I— 15.00
35 C.L.
M ‘
D 34.00
C.L.
0.41 Oé,357 L—’Jf 0'1{;5
10.3
0OZXA-200
24.00
~—19.00 —=
12.80
$17.00— | 28.00
I e |
L 20.30 J
18.88 Low Voltage Products & Systems
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. . . LoX
Apprommate dimensions i sﬁo%)
for Terminal lugs ¢%£§%§y
¢
‘:gggoc)% [lhljlﬁl?nelesters] O/)S
OZXA-800 OZXA-406
2.94 |<1.25]
747 13723 e
= 360 TYP.

2.50
63.5

b 6l

M12x20 Bolt 1.39 186

A
d

1.063

<

rr
[y

125 J

B3 [Tz
2.86
726
OZXA-32
247 3.00,
63 76
©000
0000
. ©O
125
fan
WV
1.38
3
fan f
l\/ #
CL 0.37 - 0.75
0.41 9.5 19

18.89

18XU000023C0202

Low Voltage Products & Systems
ABB Inc. » 888-385-1221 * www.abb.us/lowvoltage



o

00&\‘\:@9 . Approximate dimensions
0"66\,16"0‘;\0“ for 16A — 100A conversion mechanisms
.((\e nches
0\ kgg-gf? - EMin?meters]
6 or 8 pole — OTZW8 For installation of 6 or 8 pole, transfer and bypass mechanisms, the following

minimum and maximum mounting dimensions are given below.

OTZW8 Minimum Maximum

O o024 in combination with: inches/mm inches/mm
- OT16F3, OT25F3, OT40F3 3.07/78 N/A
: ‘ OT63F3, OT80F3 3.74/95 N/A
‘ ‘ ‘ OT30F3, OT60F3, OT100F3 3.82/97 N/A

‘
1.18 0.59 ‘oo 059
r_f S48+ (0.13) 039 sTEPs 44 03

Double throw switch — OTZW6, OTZW6X

2.83 1.18 17 OESA-ZW1, OESA-ZW1X Minimum Maximum®
72 464 30 55 in combination with: inches/mm inches/mm

'g“D OT16F3, OT25F3, OT40F3 4.61/117 6.57/167
OT63F3, OT80F3 5.31/135 7.28/185
OT30F3, OT60F3, OT100F3 4.84/123 6.81/173
o
o
ol o
of [° 10.71
ol |° 272
o
° o
o o] o059
o 15
o]
. Gj
° o O-gm—l
03 [ }
Y b S §
Bypass switch — OTZW17, OTZW17X
OTZW17, OTZW17X Minimum Maximum®
8 13.1)8 5.157 in combination with: inches/mm inches/mm
2 154 : ”i OT16F3, OT25F3, OT40F3 4.61/117 6.57/167
B sl ' 50 OT63F3, OT80F3 5.31/135 7.28/185
OT30F3, OT60F3, OT100F3 4.84/123 6.81/173
1S |
o 1°
o
o
of I° 10.71
ol 1° 272
©
g ° 0.59
o 1°| 15
| 4.72..9.45
< ] 120..240
° G 15mm STEPS
o 0.24
o 6
Ky :
Mechanical interlock — OETL-ZW24 OETL-ZW24 Minimum Maximum®
in combination with: inches/mm inches/mm
OT16F3, OT25F3, OT40F3 3.39/86 -
OT63F3, OT80F3 4.09/104 -

VE?‘ OT30F3, OT60F3, OT100F3 4.13/105 —
N Y

3.94

100

® Deeper enclosures will require a longer shaft. Please select a 6mm shaft from page 18.5.

18.90 Low Voltage Products & Systems
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- . . 7,
Approximate dimensions 2 ‘:e%
. . L 7N
for 125 — 200A conversion mechanisms Vg Loy, e,
296
00.00 Inches &/O/)
00.00 [Millimeters] N
6 or 8 pole — OESA-ZW2
~ _
1.
oog—| |
- 1
= =
7.72
196
~—— 02 0024——
412702 For installation of 6 or 8 pole, transfer and bypass mechanisms, the following
minimum and maximum mounting dimensions are given below.
y OESA-ZW2 Minimum Maximum
in combination with: inches/mm inches/mm
OT160 - OT200 5.35/136 9.49/241

{oJ[o 0 0 0 0 0 00 00 00RO &1

BN B\

of[0 0O OO0 OO O O O

1.77..9.49
45...240

(15mm Steps)

Double throw switch — OESA-ZW1, OESA-ZW1X

283 457 217
72 116 55
154 |
39
T 1 I 1~ &
e o S ~
1.54 J
3 0.24
1. %o
[ -y E— —1
o
o
o
o
o o
o 0. 3.54..9.45
o 90..240
o 15mm STEPS
o
o
o o 059
15
o
e}
o
o e}
o 024
o 6 1
O] b
R i f
S I

Mechanical interlock — OTZW10

L 7.48

190

Low Voltage Products & Systems

5ol 4o T
[ — 0.59
15

NOTE: Deeper enclosures will require a longer shaft. Please select a 12mm shaft from page

18.7 and an OETL-ZX95 shaft extension coupler from page 18.10.

0.24
s

OESA-ZW1, OESA-ZW1X Minimum Maximum
in combination with: inches/mm inches/mm
OT160 - OT200 4.61/117 6.57/167

NOTE: Deeper enclosures will require a longer shaft. Please select a 6mm shaft from page 18.7

OTZW10 Minimum Maximum
in combination with: inches/mm inches/mm
OT160 - OT200 4.13/105 -

NOTE: Deeper enclosures will require a longer shaft. Please select a 6mm shaft from page 18.7

18.91
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o

00‘\0:@‘-, . Approximate dimensions
0% & o for 400A - 1200A conversion mechanisms
0\((\6 00.00 Inches

0000 T [millimeters]

6 or 8 pole — OETL-ZW9

For installation of 6 or 8 pole, transfer and bypass mechanisms, the following
minimum and maximum mounting dimensions are given below.

OETL-ZW9 Minimum Maximum

in combination with: inches/mm inches/mm
OT400 7.52/191 N/A
0OT600 7.52/191 N/A
OETL-NF800A 7.52/191 N/A
OETL-NF1200 7.52/191 N/A

NOTE: Handle not included

ofc ¢ cl
2.36..17.32 ‘ ‘
o 047 60..240 —=—0,7°
20mm Steps
Double throw — OETL-ZW12
OETL-ZW12 Minimum Maximum®
in combination with: inches/mm inches/mm
1&%9 1‘-’%7 OT400 8.19/208 11.73/298
354 453 | OT600 8.19/208 11.73/298
% OETL-NF800A 8.19/208 11.73/298
@ h OETL-NF1200 8.19/208 11.73/298
m 3 NOTE: Includes YASDA-21 handle
3.31
84
e n 0%
(o]
° O
° (0]
° O
° O
o
~ 8.27..24.02
° o 2.9 210..610
o o) 20mm steps
° O
° O
° (o]
° O
° O
)| | o
o
(o]
° C
° C
° O
° O
° (0]
° o
o
o g -

® Deeper enclosures will require a longer shaft. Please select a 12mm shaft from page 18.7 and an OETL-ZX95 shaft extension coupler from pg. 18.10.

18.92 Low Voltage Products & Systems
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o/.

Approximate dimensions 2 ‘:e%
. . O, Yix
for 400A — 3150A conversion mechanisms e, e, SO
25, 8
00.00 Inches &/O/)
00.00 [Millimeters] N
Bypass switch — OETL-ZW13
2.07
3.54 | 4.53 525 132 For installation of 6 or 8 pole, transfer and bypass mechanisms, the following
™90 15 ‘ 33.5 minimum and maximum mounting dimensions are given below.
° h OETL-ZW12 Minimum Maximum®
A o in combination with: inches/mm inches/mm
| —
T OT400 8.19/208 11.73/298
331 047 o 0T600 8.19/208 11.73/298
® 0 5 OETL-NF800A 8.19/208 11.73/298
OETL-NF1200 8.19/208 11.73/298
NOTE: Includes YASDA-21 handle
0.47
e I O s
° e} 8.27..22.44
° o 210...570
° o
° o
o
o
o| o] e
o le) 9.84...24.02
° o 250...610
° o
"5
o
B¢ —
o 0.79
° 8 20
° G
° C
° o
° o
° o
° (®
o
N B
Mechanical interlock — OETL-ZW3, OETL-ZW14, OETL-ZW15
OETL-ZW3, 14 & 15 Minimum Maximum@®
in combination with: inches/mm inches/mm
OT400 & OT600 6.50/165 -
( ) OETL-NF800 — OETL-NF1200 6.30/160 —
' /] OETL-NF1600 - OETL-NF3150 12.00/305 -
I NOTE: Handle(s) not included.
NOTE: OETL-ZW15 is the only mechnical interlock
OETL-NF1200 - OETL-NF3150 can use.
A
Dimensions in Inches
mm
A B
OETL-ZW3 11.81 0.47
3000 | 12.0
OETL-ZW14 9.84 | 047
250.0 | 12.0
OETL-ZW15| 19.69 | 0.47
500.0 | 12.0
@ Deeper enclosures will require a longer shaft. Please select a 12mm shaft from page 18.7 and an OETL-ZX95 shaft extension coupler from page 18.10.
Low Voltage Products & Systems 18.93

ABB Inc. * 888-385-1221 ¢ www.abb.us/lowvoltage 18XU000023C0202




Approximate dimensions
for Handles

00.00 Inches

0000 T [millimeters]

Selector handles for base and DIN rail mounted switches

OH_S1AH1 & OH_S3AH1

| 098
25

-« 0.26
6.5

‘.Lo.ss
14

2.56

- 65

0.55
14

18.94

18XU000023C0202

0.96
24.5

i
0.96 O
245

MOUNTING HOLE
DETAIL

22.5
MOUNTING HOLE
DETAIL

Selector handles for door mounted switches

OH_S1P_& OH_S3P_

OH_S2P_

——15%0*

| 0.98
25
T«Oézf ‘712%94>‘
0125
3.
9 M
d ml ’ - ‘ 0.96
i = 24.5
0.88
0.2%8 22.5
MOUNTING HOLE
DETAIL

<« 142_ o
36

0.71 0.71
18 18

o.}sD/ Y 0.1511.?‘2
36

)\ 0.71
oo | P ]

d

OH_S2R_

MOUNTING HOLE
DETAIL
2.56
65
0.125
7N 3.2
0.96
24.5
Z
0.88
22.5
MOUNTING HOLE
DETAIL
- 1‘.;{8?9 -
2.56
2 o

0.71 0.71
18 18

016 __1 0.71% T

D

¢ f\ 8 142189
}\J .71 36 48

0.88 ’

PN

MOUNTING HOLE
DETAIL

Low Voltage Products & Systems
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Approximate dimensions .5,
for Handl O e,
or Handles Pyl Ct
00.00 Inches &/bf)
()

< 00.00 [Millimeters]

Pistol handles

1.77
~ 5"

26762 A L Shaft size NEMA / UL Type

Catalog number Inches/ mm Inches/ mm
. OH_45J6 1.8/45 0.24/6 1, 3R, 12
2 B () OH_65J6 2.6/65 0.24/6 1, 3R, 12
/ / _ ] OH_80J6 3.1/80 0.24/6 1, 3R, 12
I - OH_125J12 4.9/125 0.47/12 1, 3R, 12
& J OH_145J12 5.7/145 0.47/12 1, 3R, 12
OH_175J12 6.9/175 0.47/12 1, 3R, 12

31

Os

OH_80L6 3.1/80 0.24/6 1,3R, 4, 4X, 12
OH_145L12 5.7/145 0.47/12 1,3R, 4, 4X, 12
L OH_175L12 6.9/175 0.47/12 1,3R, 4, 4X,12

MOUNTING HOLE __=Handle color, B (Black) or Y (Red/Yellow)
DETAIL

3.94
100 2.76

1.57
4% — -
OB
0.28 A L Shaft size NEMA Type
- - . 7°D catalog number inches/mm inches/mm
YASDA-7 8.66/220 0.47/12 1, 3R, 4, 4X, 12
YASDA-8 8.66/220 0.47/12 1, 3R, 4, 4X, 12
154?57 D YASDA-21 8.66/220 0.47/12 1, 3R, 4, 4X, 12
YASDA-6 12.60/320 0.47/12 1, 3R, 4, 4X, 12
MOUNTING HOLE
DETAIL
L

2.01 7 \
51
2 45 2.0
53
2.09

Handle type OHM®65L6 OHM125L12 OHM175L12 OHM275L12
L 2.6/65 4.9/125 6.9/175 10.8/225
oB .24/6 47/12 A47/12 47/12
Low Voltage Products & Systems 18.95
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oOo“:ee Approximate dimensions
’ S
0‘66\,;6"0‘;\0“ 2,3&4 Pole ®

o< 30A - 800A Fusible

00.00

~0000 ™

Inches
[Millimeters]

Fusible
Hlw . b MI MW H i w | b MW
Frame | Engosure |neight | width | depth ot e [Weiant Frame | Endiosure Ineight | width | depth ke g, [Veiant
! 100180 180 70 |70 |12 1 36.0 | 24.0 | 12.0 | 375 | 225 | 150
3R 100 | 80 | 50 10.75| 60 | 12 R 360 | 240 | 120 | 375 | 225 | 150
0S30_ 4 10.0 1 80 60 10.75) 6.0 12 0S400_ 4 36.0 | 24.0 | 12.0 | 375 | 22,5 | 150
XSS _ 100180 | 80 1075] 60 | 12 4X S8 36.0 | 24.0 | 12.0 | 375 | 22.5 | 150
4X Plastic | 10.0 | 80 | 59 10.75| 6.0 | 8.0 wpestic o 1o 1o lo lo |o
12 100]80 | 50 1075] 60 | 12 12 36.0 | 24.0 | 12.0 | 375 | 22,5 | 150
! 100180 160 70 |70 |13 1 42.0 | 36.0 | 12.0 | 435 | 345 | 150
3R 100 | 80 | 60 1075| 60 | 13 R 120 | 360 | 120 | 435 | 345 | 150
0S60_ jx . 12'2 :'2 2‘2 12: Z'g :z ossoo | 4 42.0 | 36.0 | 12.0 | 435 | 345 | 150
_ s B : : | 4X S8 42.0 | 36.0 | 12.0 | 435 | 345 | 150
4X Plastic | 10.0 | 80 | 59 10.75| 6.0 | 9.0 wpestic o 1o lo lo lo |o
12 100180 |60 10.75)60 | 13 12 42.0 | 36.0 | 12.0 | 435 | 34.5 | 150
1 140 1 1201 80 110 | 90 | 22 1 48.0 | 240 | 120 | 495 | 225 | 170
SR 140 | 120 | 80 14.75] 100 22 3R 480 | 24.0 | 12.0 | 495 | 225 | 170
ostoo. | 4 14.0 | 120 | 80 14.75] 100 | 22 oess0o | 480 | 24.0 | 12.0 | 495 | 225 | 170
4x 88 1401120 | 80 1475 100 | 22 “| axss 48.0 | 24.0 | 12.0 | 49.5 | 225 | 170
4X Plastic | 14.0 | 12.0 | 80 14.75| 100 | 16 axpasic | o o o |lo |lo |o
12 14.0 | 120] 80 1475] 100 22 12 48.0 | 240 | 12.0 | 495 | 225 | 170
1 240 | 160 | 80 255 | 145 | 75
3R 240 | 160 | 80 255 | 145 | 75
oss00 | 4 240 | 160 | 80 255 | 145 | 75 W -« 5 __‘
4SS 240 | 160 | 80 255 | 145 | 75
XPlastc |0 |©o |0 o |o |o =
12 240 | 160 | 80 255 | 145 | 75
® Please consult factory, enclosures are sized to suit specific customer needs.
@ Some 4-pole switches require larger enclosures. Please consult factory.
H MH
U -
e—MW ——=

18.96
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- . - /2
Approximate dimensions 3 ;f°°o
O, Vg, 0,
2,3 &4 Pole ® e, Che S
: Ny o8
00.00 Inches 16A - 3150A, Non-fusible 0
00.00 [Millimeters] N
Non-Fusible
F Encl Hopow Do e F Encl HoOW Do M weight
rame nclosure . h mtg. | mtg. (Weight rame nclosure : : mtg. mtg. Weig
size type height | width | depth height| width size type height width depth height width
! 70 5.0 3.0 40 4.0 40 1 20.0 | 16.0 | 6.0 255 | 145 | 50
3R 7.0 5.0 3.0 7.75 | 3.0 4.0 3R 200 | 16.0 | 6.0 255 | 145 | 50
4 6.0 6.0 4.0 6.75 | 4.0 4.0
0T200 4 20.0 | 16.0 | 6.0 25,5 | 145 | 50
8%;6’ 4X SS 7.0 5.0 3.0 7.75 | 3.0 4.0 4X SS 200 | 160 | 6.0 255 | 145 | 50
5 ) . X X X X
OT40_ | 4XPlastic | 60 1 60 159 | 67540 1 40 4XPlastic | 20.0 | 16.0 | 80 | 255 | 145 | 40
12 70 5.0 3.0 775 | 30 40 12 20.0 | 16.0 | 6.0 255 | 145 | 50
P65 (A) 4.8 3.4 2.4 417 | 2.80 | 1.0 1 360 | 240 | 8.0 375 | 225 | 120
P65 (B) 5.9 5.1 2.4 535 | 457 | 1.0 3R 360 | 240 | 80 375 | 225 | 120
1 8.0 6.0 4.0 7.0 5.0 6.0 o400 4 o o o o o o
SR 8.0 6.0 40 8.75 | 40 6.0 4X SS 36.0 | 24.0 | 8.0 375 | 22.5 | 130
om0 4 8.0 6.0 4.0 8.75 | 4.0 6.0 4X Plastic | ® o o o o o
4X X A 4. N¢ 4., A
OT60_ Ss . 8.0 6.0 0 8.7 0 6.0 12 36.0 | 24.0 | 8.0 37.5 | 22.,5 | 120
8¥ggi 4X Plastic | 8.0 6.0 5.9 8.75 | 4.0 6.0 1 36.0 | 24.0 | 12.0 | 375 | 225 | 120
12 8.0 6.0 40 875 | 40 6.0 3R 36.0 | 24.0 | 12.0 | 375 | 225 | 120
P65 (A) 7.9 57 3.6 7.24 | 516 | 4.0 07600 4 36.0 | 240 | 12.0 | 375 | 225 | 120
IP65 (B) 158 | 7.9 5.5 148 | 6.93 | 4.0 4X SS 36.0 | 240 | 120 | 375 | 225 | 120
1 1001 80 50 7.0 7.0 9.0 4X Plastic | 40.0 | 32.0 | 12.0 | 41.2 | 30.2 | 120
3R 100180 |50 | 1075 60 | 9.0 12 36.0 | 24.0 | 120 | 37.5 | 225 | 120
4 100 | 80 40 10.75) 6.0 8.0 1 60.0 | 36.0 | 12.0 | 61.5 | 34.5 | 200
100 4X SS ' 10.0 | 8.0 5.0 10.75| 6.0 9.0 3R 600 | 360 | 12.0 | 615 | 345 | 200
4X Plastic | 10.0 | 8.0 5.9 10.75| 6.0 9.0 4 600 | 360 | 120 | 615 | 345 | 200
12 100 | 80 |50 | 1075/ 60 | 9.0 OETL-NF800A
OETL-NF1200 4X SS 60.0 | 36.0 | 12.0 | 61.5 | 34.5 | 200
P65 (A) 7.9 5.7 3.6 7.24 | 5.16 | 4.0 4X Plastic | @ o) ) ) o )
P65 (B) 158 | 7.9 5.5 148 | 6.93 | 4.0 12 600 | 360 | 120 | 615 | 345 | 200
1 14.0 | 12.0 | 8.0 11.0 | 9.0 20 1 900 | 360 | 240 | @ ° 500
3R 14.0 | 12.0 | 8.0 14.75| 10.0 | 20 3R 900 | 36.0 | 240 | @ ° 600
4 14.0 | 12.0 | 6.0 14.75| 10.0 | 20
OT160 OETL-NF1600 | 4 @ 0} 0] @ 0} 0}
4X SS 14.0 [ 12.0 | 8.0 14.75| 10.0 | 20 OETL-NF2000
. OETL-NF3150 | XSS R R R R B
4X Plastic | 14.0 | 12.0 | 6.0 14.75| 10.0 | 12 4X Plastic | ® o o o o o
12 14.0 | 12.0 | 8.0 14.75| 10.0 | 20 12 900 | 360 | 240 | @ ° 600
O Please consult factory, enclosures are sized to suit specific customer needs.
@ Enclosure is free standing.
® Some 4-pole switches require larger enclosures. Please consult factory.
W ~—0>D —-‘
o 1
H MH
C 7
r—MW —
600V, 16A - 3150A
2, 3 and 4-pole switches
Enclosure dimensions
Low Voltage Products & Systems 18.97
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(4
< o Notes
o X° ©
O &
)
(j\((\ 00.00___ Inches
00.00 " [Millimeters]
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