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Mini contactors

4-pole contactors

Coil consumption 3.5 W Type i B6
Coil consumption 3.5 W Type
Coil consumption 3.5 W Type ‘B6

| VB6
| VBBA?

DC Control supply

=

Coil consumption 3.5 W

. ..

Coil consumption 1.4 ... 2.4 W Type i
Coil consumption 3.5 W Type
Coil consumption 3.5 W Type i

Extended coil voltage and

Type

temperature
ot e o 7 T e B
IEC Rated operational power AC-3  220-230-240 V kW | 2.2 3 2.2 3
380-400 V kW | 4
Rated operational current AG-1 400 V, 0 < 40 °C Al 20 20 20 20
UL/CSA 3-phase motor rating 220-240V AC
440480V AC Thple s g g

General use rating

1 With integrated surge suppressor
2 With safety blocking function

Main accessories

Auxiliary contact blocks

Front mounting

Side mounting

Connection sets For reversing contactors B, S
Surge suppressors Varistor (AC/DC) RV-BC6

Overload relays

Thermal overload relays Class 10| T16

Thermal and phase failure protection, With Single SEtUD POSSIDIE e et ettt e
Electronic overload relays Class 10E, 20E, 30E | E16DU

With single setup possible

Manual motor starters

Thermal / magnetic protection Class 10 | MS116, MS13
BEA7/132
Screw terminals
AC Control supply
4-pole contactor relays Coil consumption 3.5 W Twe|k6
DC Control supply ETIH
4-pole contactor relays Coil consumption 3.5 W Tee| KC6 e
4-pole interface contactor relays Coil consumption 1.4 ... 2.4 W Type | KC6
Wide range types Extended coil voltage and Type | TKC6
temperature
IEC Rated operational current AC-15 220-230-240 V Al 4
.............................................................. 380-400 V AlS 5
Rated operational current DC-13 24 V Al 25 §
o
Main accessories 5
Auxiliary contact blocks Front mounting CAF6 § .......
Side mounting CAB-11K
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Soldering pins Flat pins
B6...P B7...P - - B6...F B7...F - -
- - VB6...P VB7...P - - VB6...F VB7...F

VB6A...P? VB7A...P? VBG6A...F? VB7A...F?
BC6...P : BC7...P : - BC6...F : BC7..F

: B7D...PY : B7D...F"
BC6...P BC7...P - - BC6...F BC7...F - -
: - : VBCG...P { VBCT..P : - { VBCS...F { VBCT..F
i VBCG6A...P? { VBC7A...P? ‘ { VBCG6A...F? { VBC7A...F?
2.2 3 2.2 3 2.2 3 2.2 3
4 55 4 55 4 55 4 55
12 i12 i12 ‘12 20 120 120 20
2 i3 i2 ‘3 2 : i2 ‘3
3 5 5 3 5 3 5
12 (300 V) 16 (600 V) £12(300V) 16 (600 V) 12 (300 V) 16 (600 V) £12(300V) 16 (600 V)
CAB-11KP CA6-11K-F
MS116, MS132 'MS116, MS132
MO132 MO132
Soldering pins Flat pins
Ke6...P Ke6...F
KCé...P KC6...F
KC6...P KC6...F
4 4
3 3 g
2.5 25 g
5

CAB-11K-P CAB-11K-F
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B6, B7 3-pole mini contactors — with screw terminals
4 to0 5.5 kW
AC operated

Description
B6, B7 3-pole mini contactors are compact control products mainly used for switching resistive or motor
loads up to 690 V AC.
These contactors are designed with:
— 3 main poles and one built-in auxiliary contact
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— add-on auxiliary contact blocks for front or side mounting and a wide range of accessories
hum-free coil
designed for rail or wall mounting

2CDC211001F0010

Ordering details

£ IEC UL/CSA Rated control circuit %Auxiliary% Type Order code Pkg Weight
i Rated operational : 3-phase: General : voltage i contacts: iqty : (1 pce)
5 power :current : motor :iuse iU, : fitted : : : :
g {8<40°Ci rating irating ) |?
400V fagov ! i50Hz 160 Hz \
AC-3  {AC-1 :
B7-30-10 W A hp VAC  VAC kg
B6 mini contactors
4 20 i3 300V/ 24 2 10 1B6-30-10-01  GJL1211001R0101 0.175
12A 0 1 :B6-30-01-01 : GJL1211001R0011 0175
42 42 10 :B6-30-10-02  GJL1211001R0102 0.175
0 1 B6-30-01-02 : GJL1211001R0012 S 0475
48 48 10 :B6-30-10-03  GJL1211001R0103 0.175
0 1 B6-30-01-03 : GJL1211001R0013 0.175
110...127110...127; 1 0 :B6-80-10-84 : GJL1211001R8104 0.175
0 1 B6-30-01-84 : GJL1211001R8014 0.175
220..240:220..240 1 0O  B6-30-10-80 : GJL1211001R8100 0.175
0 1 B6-30-01-80 : GJL1211001R8010 0.175
380...415:380... 415 1 0  B6-30-10-85 : GJL1211001R8105 0.175
0 1 B6-30-01-85 : GJL1211001R8015 0.175
B7 mini contactors
55 20 5 600V/ 24 24 10 1B7-30-10-01 : GJL1311001R0101 0.175
16A 0 1 B7-30-01-01 : GJLI311001R0011 0.175
42 42 10 :B7-30-10-02  GJL1311001R0102 0.175
0 1 B7-30-01-02 : GJL1311001R0012 ) 10475
48 48 10 :B7-30-10-03 | GJL1311001R0103 ) 10475
0 1 B7-30-01-03 : GJL1311001R0013 10475
110...127 . 110...127; 1 0 :B7-30-10-84 : GJL1311001R8104 0175
0 1 :B7-30-01-84 : GJL1311001R8014 0.175
220..240:220..240 1 0  B7-30-10-80 : GJL1311001R8100 0.175
0 1 :B7-30-01-80 : GJL1311001R8010 0.175
380...415:380... 415 1 0  B7-30-10-85 : GJL1311001R8105 0.175
0 1 B7-80-01-85 : GJL1311001R8015 0.175
Other types on request
Main dimensions mm, inches
52.5 2.07" 46.7 1.84"
47.5 1.87" 43.7 1.72"
e I
®ODO® I
Bl k|8 o
ooy | ED © @o 1 =
Blg| Y
DDDDD 5
O T
4.5 0.18" §

B6, B7
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BC6, BC7, B7D 3-pole mini contactors — with screw terminals
4 to 5.5 kW
DC operated

Description

BC6, BC7, B7D 3-pole mini contactors are compact control products mainly used for switching resistive or
motor loads up to 690 V AC.

These contactors are designed with:

— 3 main poles and one built-in auxiliary contact

— control circuit: DC operated, low consumption (3.5 W at pull-in and at holding)

— hum-free coil

— add-on auxiliary contact blocks for front or side mounting and a wide range of accessories

designed for rail or wall mounting

2CDC211040F0011

Ordering details

IEC UL/CSA Rated control Auxiliary§ Type Order code Pkg Weight
é Rated operational | 3-phase: General : circuit voltage: contacts: fqty (1 pce)
g power current :motor :use U, fitted
é 0<40°Cirating :rating | ?‘
g 400V 480V \
AC-3 AC-1
kW A hp vDC z z z z . kg
BC7-30-10
BC6 mini contactors
4 20 3 300V/ 12 1 0 :BC6-30-10-07 GJL1213001R0107 0.175
12A 13001R0017 0475
3001R0101 0.175
B 213001R0011 0475
BC6-30-10-16 0.175
LB 0.175
BC6-30-10-03 0.175
LB 0.175
BC6-30-10-04 0.175
B 0.175
BC6:30-10-05 . 0.175 .
BC6-30-01-05 GJL1213001R0015 0.175
BC7 mini contactors
5.5 20 5 600V / 12 1 0 :BC7-30-10-07 GJL1313001R0107 0.175
16A LB 0.175
BC7-30-10-01 0.175
............................ B L0175
0.175
L0175
B 0.175 )
'BCT7-30-01-03 0.175
B 0.175 )
'1BC7-30-01-04 0.175
. B 0.175 )
BC7-30-01-05 GJL1313001R0015 0.175
B7D mini contactors with integrated suppressor diode
55 20 5 600V / 24 10 B7D301001 ............... GJL1317001R0101 10 0.175.
16A B7D-30-01-01 10 0175
B 1050175
B7D-30-01-05 GJL1317001R0015 10 :0.175

Other types on request

Main dimensions mm, inches

525 2.07" 46.7 1.84"
47.5 1.87" 43.7 1.72"
e [
o
) ) ODHDDDD
I o
BN [&Hd]] o oo ]
0| o o
MR 5
DHDDDD g
— g
&N
o
o
Q

4.5 0.18"

2CDC102015C0201

BC6, BC7, B7TD
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VB6, VB7 3-pole mini reversing contactors — with screw terminals
4 to0 5.5 kW
AC operated

Description

VBB, VB7 3-pole compact design reversing contactors are space optimized control products mainly used
for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc.

control circuit: AC operated

— low coil consumption (3.5 VA at pull-in and at holding)

— hum-free coil

— add-on auxiliary contact blocks for front mounting

— designed for rail or wall mounting

2CDC211006F0011

VB7-30-10

Ordering details

IEC UL/CSA Rated control circuit Auxiliary§ Type Order code Pkg Weight
Rated operational ; 3-phase General ; voltage ¢ contacts! fqty | (1 pce)
power :current imotor iuse iU ;fitted : : P
:0<40°C; rating rating | : |?‘
400V 480V | '50Hz  60Hz \
AC-3  (AC-1 :
kw A ihp {VAC :VAC i ke
VB6 mini reversing contactors
4 20 3 300V/ :24 24 10 :VB6-30-10-01 : GJL1211901R0101 0.355
12A v GJL1211901R001 1 10356
42 42 v GJL1211901R0102 10355
v GJL1211901R0012 10386
48 48 Vi GJL1211901R0103 0385
v GJL1211901R0013 10.355
10..127 ;110,127 : 1 0 :V GJL1211901R8104 0.355
0 1 :VB6-30-01-84 : GJL1211901R8014 0.355
220..240 :220..240 : 1 0 :V 10-80 : GJL1211901R8100 0.355
0 1 :VB6-30-01-80 : GJL1211901R8010 0.355
380..415 :380...4156 ¢ 1 0 iV 10-85 i GJL1211901R8105 0.355

0 1 VB6-30-01-85  GJL1211901R8015 0355

VBT mini reversing contactors

5.5 20 5 600V / i24 24 1 0 iVB7-30-10-01 i GJL1311901R0101 0.355
16A 01 GJL1311901R001 1 0355
42 42 1.0V -02 : GJL1311901R0102 0.355
0 1 :VB7-80-01-02: GJL1311901R0012 0.355
48 48 1.0V 10-03 : GJL1311901R0103 0.355
0 1 :VB7-30-01-03 : GJL1311901R0013 0.355
110..127 :110...127 : 1 0 GJL1311901R8104 10.355
GJL1311901R8014 ‘ 0.355 )
220 ... 240 :220...240 GJL1311901R8100 5 10355
GJL1311901R8010 5 10355
380..415 :380...415 GJL1311901R8105 5 10355
0 1 iVB7-30-01-85:GJL1311901R8015 5 0.355
Other types on request
Main dimensions mm, inches
46.7 1.84"
96.2 3.79" 43.7 1.72"
o, =[O |
1l 22200 PO®®®
ol k| 8
N
o 5l o o o o )
DODDD DD DD®D g
= —_— g
@)
45 0.18" Q)
VB6, VB7
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VBC6, VBC7 3-pole mini reversing contactors — with screw terminals

4 10 5.5 kW
DC operated

VBC6-3

o

-10

VBC7-30-10

2CDC211042F0011

2CDC211001F0011

Description

VBC6, VBC7 3-pole compact design reversing contactors are space optimized control products mainly
used for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc.

control circuit: DC operated

— low coil consumption (3.5 W at pull-in and at holding)

— hum-free caill

— add-on auxiliary contact blocks for front mounting
— designed for rail or wall mounting

Ordering details

IEC {UL/CSA ¢ Rated control : Auxiliary: Type { Order code { Pkg i Weight
Rated operational : 3-phase: General : circuit voltage: contacts qty : (1 pce)
power :current ; motor :use U, fitted
8<40°Ci rating | rating | ?‘
400V 480V \
AC-3  AC-1
kW ) ‘hp VDC : : kg
VBC6 mini reversing contactors
4 20 3 300V/ i12 10 :VBC6-30-10-07 'GJL1213901R0107 5 1035
12A v -01-07 'GJL1213901R0017 5 0355
: VB(6-30-10-01 'GJL1213901R0101 5 1035
v -01-01 GJL1213901R0011 5 0385
VBC6-30-10-16 GJL1213901R1106 5 10355
" VCsan0ti6  Glliaisothiois 5 oms
VBC6-30-10-03 GJL1213901R0103 5 0.355
" VBOsan0103 " Glliaisothoois 5 oms
_ VBC6-30-10-04 'GJL1213901R0104 5 0385
v -01-04 GJL1213901R0014 5 0355
VBC630-10.05  GlL1213901R0105 5...08%
VBC6-30-01-05 GJL1213901R0015 5 10.355
VBC?7 mini reversing contactors
55 20 5 600V/ 12 10 :VBC7-30-10-07 'GJL1313901R0107 0355
16A 'GJL1313901R0017 10,385
JL1313901R0101 10355
JL1313901R0011 10355
JL1313901R1106 10355
'GJL1313901R1016 10355
'GJL1313901R0103 0355
'GJL1313901R0013 0.355
(GJL1313901R0104 0.355
'GJL1313901R0014 0.355
SV . (GJL1313901R0105 0.355
VBC7-30-01-05 GJL1313901R0015 0.355
Other types on request
Main dimensions mm, inches
46.7 1.84"
9.2 3.79" 43.7 1.72"
o O I
el POPDDD DPDDD
NI R
gy | = oo o o )
I
PP DPDDD é
g o
45 0.18" 8

VBC6, VBC7
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VBO6A, VB7A 3-pole mini reversing contactors — with screw terminals
4 10 5.5 kW
AC operated — with safety blocking function

Description

VBG6A, VB7A 3-pole compact design reversing contactors are space optimized control products mainly
used for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor
with the coil voltage applied.

— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact blocks for front mounting
— designed for rail or wall mounting

2CDC211037F0011

2CDC211008F0011

Ordering details

IEC { UL/CSA ¢ Rated control circuit | Auxiliary: Type { Order code { Pkg i Weight
VB7A-30-10 : : : : : : ; : : :
Rated operational : 3-phase: General ; voltage  contacts: ‘ ‘ ‘qty : (1 pce)
power :current imotor iuse U : fitted : : : :
{0<40°Cirating | rating | : |?‘
a0V 480V '50Hz  60Hz \
AC-3  1AC1
kw A ihp {VAC  {VAC i ikg
VB6A mini reversing contactors with safety blocking function
4 20 3 300V/ (24 24 10 VB6A-30-10-01 | GJL1211911R0101 0.355
12A 0 1 :VB6A-30-01-01 : GJL1211911R0011 0.355
42 42 170 VB6A-30-10-02 } GJL1211911R0102 035
0 1 VBBA-30-01-02  GJL1211911R0012 0355
48 48 10 :VBBA-30-10-08 : GJL1211911R0103 0.355
0 1 :VB6A-30-01-03  GJL1211911R0013 10385
110127 1110127 1 0 :VB6A-30-10-84 : GJL1211911R8104 0.355
0 1 :VB6A-30-01-84  GJL1211911R8014 £ 0.3%
220..240 1220..240 0 1 0 :VB6A-30-10-80 : GJL1211911R&100 0.355
0 1 :VB6A-30-01-80 | GJL1211911RBO10 0.3%
380..415 1 380..415 . 1 0 :VB6A-30-10-85 : GJL1211911R8105 0.355
0 1 iVB6A-30-01-85 : GJL1211911R8015 0.355
VB7A mini reversing contactors with safety blocking function
55 20 5 600V / 24 24 1 0 :VB7A-30-10-01 i GJL1311911R0101 0.355
16A 0 1 :VB7A-30-01-01 : GJL1311911R0011 0.3%
42 42 10 :VB7A-30-10-02 : GJL1311911R0102 0.355
0 1 :VB7A-30-01-02  GJL1311911R0012 0.35%
48 48 10 VB7A-30-10-03 | GJL1311911R0103 0.355
0 1 :VB7A-30-01-03 : GJL1311911R0013 0.355
110..127 1110..127 . 1 0 :VB7A-30-10-84 : GJL1311911R8104 0.355
0 1 :VB7A-30-01-84  GJL1311911R8014 £ 0.3%
220..240 1220..240 . 1 0 :VB7A-30-10-80 : GJL1311911R8100 0355
0 1 :VB7A-30-01-80 : GJL1311911R8010 0355
380..415 :380..415 . 1 0 :VB7A-30-10-85 : GJL1311911R8105 0.355
0 1 iVB7A-30-01-85: GJL1311911R8015 0.355
Other types on request
Main dimensions mm, inches
46.7 1.84"
96.2 3.79" 437 1.72"
@) e | -
1], eceee coeo® ’l
iy | = oo o a ) .
T oo coe®® :

O @

VBG6A, VB7A
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VBCGBA, VBCT7A 3-pole mini reversing contactors — with screw terminals
410 5.5 kW
DC operated — with safety blocking function

Description

VBC6A, VBCT7A 3-pole compact design reversing contactors are space optimized control products mainly

used for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor
with the coil voltage applied.

— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact blocks for front mounting
— designed for rail or wall mounting

2CDC211044F0011

2CDC211007F0011

Ordering details

VBC7A-30-10 IEC {UL/CSA : Rated control ; Auxiliary : Type : Order code : Pkg : Weight
Rated operational : 3-phase: General : circuit voltage: contacts: : : iqty i (1 pce)
power :current ; motor :use U, fitted

8<40°Ci rating | rating |
400V 480V \

AC-3 i AC
kW A hp vDC ; ; ; ; . ke

VBCG6A mini reversing contactors with safety blocking function

4 20 3 300V/ i12 1 0 :VBC6A-30-10-07 GJL1213911R0107
12A

o

0.355
0.355
0385
0385
0.355
0.3
0.355
0.3%
0.355
0.355
0.355
0.355

0 1 :VBC6A-30-01-05 GJL1213911R0015

VBC7A mini reversing contactors with safety blocking function

5.5 20 5 600V / i12 1 0 :VBC7A-30-10-07 GJL1313911R0107
16 A 0

0.355
0.355
0.355
0.355
0.355
0355
035
035
035
035
0.35
0.355

0 1 {VBC7A-30-01-05 GJL1313911R0015

Other types on request

Main dimensions mm, inches
46.7 1.84"
96.2 3.79" 43.7 1.72"

@) e 1)

DODDDD DDDDD

DDPDDD ®DPDDD

g - o

57.5 2.26"

s

45.2 1.78
42.2 1.66"

2CDC212005F0011

VBCG6A, VBC7A

2CDC102019C0201
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BC6, BC7 3-pole interface mini contactors — with screw terminals
410 5.5 kW
DC operated

~ IEC i UL/CSA Rated control Auxiliaryg Type Order code Pkg Weight
] Rated operational } 3-phase General ; circuit voltage! contacts: : iqty i(1pce)
g power :current i motor :use e fitted
] 8<40°Ci rating : rating |
IS 400V 480V \
AC-3 AC-1
BC7-30-10 kW (A ihp :VDC : : kg
DC operation24V /1.4 W
4 20 3 300V/ :24 1 0 :BC6-30-10-1.4-81 GJL1213001R8101 10 0175
1A o 01 BOBSO0T1.481  GIL1ZIS00TREOT 100475
5.5 20 5 600V / i24 10 10175
16 A 0 1 :BC7-30-01-1.4-81  :GJL1313001R8011 10 :0.175
DC operation 17 ... 32V /24 W
4 20 3 300V/ :17..32 1 0 :BC6-30-10-2.4-51 GJL1213001R5101 10 101475
1A o 01 BOBBO01245T  GULI21001REOT 100175
55 20 5 600V/ :17..32 10 101475
16A 0 1 :BC7-30-01-2.4-51  :GJL1313001R5011 10 :0.175
Connection to PLCs with integrated protective circuit
DC operation24V /1.7W
4 20 3 300V/ i24 1 0 :BBS-30-10-1.7-71 GJL1213001R7101 10 01475
A | 100475
55 20 5 600V / 24 | 10 101475
16 A 0 1 iB7S-30-01-1.7-71 GJL1313001R7011 10 :0.175
DC operation 17 ... 32V /28 W
4 20 3 300V/ i17..32 1 0 :BBS-30-10-2.8-72 GJL1213001R7102 10 101475
A | 10,0475
5.5 20 5 B0OV/ 17..32 ‘ 10 0175
16 A 0 1 iB7S-30-01-2.8-72 GJL1313001R7012 10 10175
Other types on request
Main dimensions mm, inches
52.5 2.07" 46.7 1.84"
47.5 1.87" 43.7 1.72"
~_ [0 |
v
DDD DD
8 Rl 8 ° b
AN I
ooy | ED B Bo |
[} < | <
DD ®D :
—— 5
<
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Description

BC6, BC7 3-pole interface mini contactors are compact control products mainly used for switching resis-
tive or motor loads up to 690 V AC.

These contactors are designed with:
— 3 main poles and one built-in auxiliary contact

— control circuit: DC operated, very low coil consumption. Suitable for direct control by PLC outputs

— hum-free coill

— no auxiliary contact block permitted for mounting

Ordering details

designed for rail or wall mounting

BC6, BC7

4.5 0.18"
o 2%
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TBC7 3-pole mini contactors — with screw terminals
4 t0 5.5 kW
DC operated — large coil voltage range

Description

TBC7 3-pole mini contactors are compact control products mainly used for switching resistive or motor
loads up to 690 V AC.

These contactors are designed with:

— 3 main poles and one built-in auxiliary contact

— control circuit: DC operated

— low coil consumption (5 W at pull-in and at holding)

hum-free coil

expanded ambient temperature range -30 ... +70 °C and wide range voltage supply
no auxiliary contact block permitted for mounting

— designed for rail or wall mounting

material is approved for railway applications

2CDC211015F0011

TBC7-30-10

Ordering details

IEC i UL/CSA Rated control Auxiliary§ Type Order code Pkg Weight
Rated operational | 3-phase: General | Circuit voltage: contacts: iqty (1 pce)
power :current imotor iuse i Ugyy e Ugy, fitted : : P
0<40°Cirating : rating [ ?
400V 480V \
AC-3 AC-1
KW A thp :VDC : z : z i kg
TBC7 mini contactors
5.5 20 5 600V / 17..32 1 0 [TBC7-30-10-51 ‘GJL1313061R5101 0.185
16A JL1313061R5011 0.185
‘GJL1313061R5105 0185
‘GJL1313061R5015 0.185
‘GJL1313061R6102 0.185
‘GJL1313061R6012 0.185
‘GJL1313061R6108 0.185
0 1 :TBC7-30-01-68 GJL1313061R6018 10 :0.185

Other types on request

Main dimensions mm, inches

4.5 0.18"
2 27C

52.5 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
(O] | N
vy
.1, DDDDD
8 8|8 o )
R o=
ol o Jall) o oo ] =]
5| 9|
ODDDD® :
—=— -
8
g

TBC7

2CDC102020C0201
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B6, B7 4-pole mini contactors — with screw terminals
4 to0 5.5 kW
AC operated

Description
B6, B7 4-pole mini contactors are compact control products mainly used for switching resistive loads up
to 690 V AC.
These contactors are designed with:
— 4 main poles
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— add-on auxiliary contact blocks for front or side mounting and a wide range of accessories
hum-free coil
designed for rail or wall mounting

2CDC211028F0011

B6-22-00

Ordering details

IEC UL/GSA Rated control : Auxiliary : Type Order code Pkg : Weight
Rated operational : General use circuit voltage: contacts aty (1 pce)
current rating U fitted

0<40°C 50/60 Hz |

& \7

A z VAC z z z . kg

4 N.O. main poles
20 300V /12A 24 0 0 :B6-40-00-01 GJL1211201R0001 10 :0.175

1B6-40-00-03

"{'B6-40-00-80 GJL1211201R8000 0 Toars
20 600V /16 A 24 0 0 :B7-40-00-01 GJL1311201R0001 10 10175

 B7-40-00-02

"B7-40-00-84

B7-40-00-80 GJL1311201R8000 10 0175

2 N.O. + 2 N.C. main poles
20 300V /12A 24

(GJL1211501R0001

220 ... 240 00 {B6-22-00-80 GJL1211501R8000 o0 Toars
20 600V /16 A 24 0 0 B7-22:00-01 GJL1311501R0001 10 10475

'B7-22-00-03

200 .. 240 0 0 iB7-22-00-80 GJL1311501R8000 10 Toars

Other types on request

Main dimensions mm, inches

525 207" 46.7 1.84"
475 1.87" 43.7 1.72"
e I
v
e DDDODD
QI Rl8 o )
o =] =
olals 6D o mo 3| ==]
IR
POODD .
—a— - g
S
o
4.5 0.18" §
B6, B7

3/12 | ABB
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BC6, B7D 4-pole mini contactors — with screw terminals
4 to 5.5 kW
DC operated

Description

BC6, B7D 4-pole mini contactors are compact control products mainly used for switching resistive loads
up to 690 V AC.

These contactors are designed with:
— 4 main poles
— control circuit: DC operated

— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact blocks for front or side mounting
designed for rail or wall mounting

2CDC211032F0011

BC6-22-00

Ordering details

IEC {UL/CSA ¢ Rated control } AuiniaryE Type { Order code : : Pkg : Weight
Rated General use circuit voltage: contacts qty : (1 pce)
operational rating Ue fitted
current | ?‘
6<40°C \
AC-1
A : :VDC : : : : : i kg
4 N.O. main poles
20 600V /16 A 24 0 0 :B7D-40-00-01 GJL1317201R0001 10 :0.175
20 0 0 B7D-40-0005  GJL1317201R0005 10 Todrs
2 N.O. + 2 N.C. main poles
20 300V /12A _:BC6-22-00-07 GJL1213501R0007 10 :0.175
..B 1050075
1 BC6-22-00-02 10 10175
B 1050075
_:BC6-22-00-03 10 10175
B 1050075
BC6-22-00-05 GJL1213501R0005 10 (0175

Other types on request

Main dimensions mm, inches

525 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
e I
Wy
OPDODD
g 2| 8 ° )
S5 e ] =
5| ¢ 9
POODD .
—a— - E
8
g

45 0.18"
D,

BC6, B7D

2CDC102021C0201
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TBC7 4-pole mini contactors — with screw terminals
4 t0 5.5 kW
DC operated - large coil voltage range

Description
TBC7 4-pole mini contactors are compact control products mainly used for switching resistive or motor
loads up to 690 V AC.
These contactors are designed with:
— 4 main poles
— control circuit: DC operated
— low coil consumption (5 W at pull-in and at holding)
— hum-free coil
expanded ambient temperature range -30 ... +70 °C and wide range voltage supply
no auxiliary contact block permitted for mounting
— designed for rail or wall mounting
material is approved for railway applications

2CDC211026F0011

TBC7-31-00

Ordering details

IEC UL/GSA Rated control : Auxiliary : Type Order code Pkg : Weight

Rated operational ; General use circuit voltage: contacts aty (1 pce)

current rating Ug min++ Ug max | fitted

§<40°C I ?‘

AC-1 \

A z .vDC z z kg

3 N.O. + 1 N.C. main poles

20 600V /16 A 50...90 0 0 :TBC7-31-00-55 GJL1313461R5005 10 :0.185
. i GJLI313461R6002 Jo 018

TBC7-31-00-68 GJL1313461R6008 10 :0.185

2 N.O. + 2 N.C. main poles

20 600V/16A 5090 0 0 ;TBC7-22:00-55 GJL1313561R5005 = .0 10 1018
T 148 0.0, 1B07-22-00-62 GJL1313561R6002 = ... 10 :0.185
140 ... 260 0 0 :TBC7-22-00-68 GJL1313561R6008 10 {0.185

Other types on request

Main dimensions mm, inches

525 207" 46.7 1.84"
475 1.87" 43.7 1.72"
0O L
v
ODPDPDD
QI R| 8 ° b
N
ool |ED e @o 1 ==
IR
POO OO :
— -
&
g

45 0.18"
o2 2%

TBC7

3/14 | ABB
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K6 4-pole mini contactor relays — with screw terminals
AC operated

Description

K6 4-pole mini-contactor relays are space optimized control products mainly used for control functions or
for small loads up to 4 A.

These contactors are designed with:

— 4-poles with various contact combinations

— control circuit: AC operated

— low coil consumption (3.5 VA at pull-in and at holding)

hum-free coil

— add-on auxiliary contact blocks for front or side mounting

designed for rail or wall mounting

2CDC211012F0011

Ordering details

§ Rated control circuit voltage Type Order code Pkg Weight

3 Ue qty : (1 pce)

§ 50 Hz 60 Hz

: VAC VAC kg
K6 4-pole mini contactor relays
24 24 K6-22Z-01 GJH1211001R0221 0.175
o 42 ) 0.175
9 48 ) K6-222-03 GJH1211001R0223 0.175
0.7 110,127 0.175
220000 220,040 o) K6-22:80 GJHI211001R8220 0175
380... 415 380...415 K6-222-85 GJH1211001R8225 0.175
24 24 ] K6-31Z-01 GJH1211001R0311 0.175
42 42 0.175
48 o 48 ) K6-312-03 GJH1211001R0313 0.175
110...127 110...127 0.175
220 ... 240 220 ... 240 0175
380...415 380...415 0.175
24 24 0.175
42 42 0.175
8 48 ) 0175
110..127 110..127 K6-40E-84 GJH1211001R8404 0.175
220..240 220..240 0.175
380... 415 380... 415 K6-40E-85 GJH1211001R8405 0.175

Other types on request

Main dimensions mm, inches

52.5 2.07" 46.7 1.84"
47.5 1.87" 43.7 1.72"
= (O] | SN
A
PODD®D
o

57.5 2.26"
452 1.78"
422 1.66

X
2CDC212001F0011

4.5 0.18"
2 27C

K6

2CDC102011C0201
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KC6 4-pole mini contactor relays — with screw terminals
DC operated

Description
KC6 4-pole mini-contactor relays are space optimized control products mainly used for control functions
or for small loads up to 4 A.
These contactors are designed with:
— 4-poles with various contact combinations
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
KC6-22Z - add-on auxiliary contact blocks for front or side mounting
designed for rail or wall mounting

2CDC211016F0011

Ordering details

Rated control circuit voltage Type Order code Pkg Weight
Uo % % .y (poe)
vVDC : : : : i kg

KC6 4-pole mini contactor relays

12 ] ] ] ] ] KC6-222-07 GJH1213001R0227

24 . ) . . ) KG

0.175
0.175

48 ) ) ) ) ) KC6-22-16 0.175
60 KC 0.175
10125 KCo-222:04 0175
220 ... 240 KC6-222-05 0.175
12, . . . ) . KG 0175
2 0.175
88 K Toirs”
60 KC6-312-03 GJH1213001R0313 0.175
10125 K 075
220 ... 240 KC6-312-05 GJH1213001R0315 10 10175
12 KC6-40E-07 GJH1213001R0407 10 10175
24 KOe-d0E0T 10 1017
B KO 100475
60, . . . . . KC6-40E-03 10 0475
10125 . . . . @ 1020078
220.... 240 KC6-40E-05 GJH1213001R0405 10 0.175

Other types on request

Main dimensions mm, inches

525 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
© | N
b
DO DD
NMESES ° )
af =] =
0| o o @ o oo :] CEL
5| ¢
OOD OO :
—— gl
8
g

4.5 0.18"
o2 =2

KC6
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KC6 4-pole interface mini contactor relays — with screw terminals
DC operated

Description
KC6 4-pole interface mini-contactor relays are space optimized control products mainly used for control
functions or for small loads up to 4 A.
These contactors are designed with:
— 4-poles with various contact combinations
— control circuit: DC operated
— low coil consumption (1.4 ... 2.8 W at pull-in and at holding)
— hum-free coil
no auxiliary contact block permitted for mounting
designed for rail or wall mounting

2CDC211017F0011

KC6-31Z

Ordering details

Rated control circuit voltage Type Order code Weight
" ; ;  lay (pce)
vVDC i ikg
DC operation24V /1.4 W
T KOB-31Z:1.4-81 :GJH1213001R8311 10075
24 KC6-40E-1.4-81 GJH1213001R8401 10 (0175
DC operation 17 ....32V /24 W
L KC6:312:2.4-51 . GJH1213001RS311 10 10475
17..32 KC6-40E-2.4-51 GJH1213001R5401 10 (0175
DC operation24V/1.7W
e K6S-222-1.7-71 . GJH1213001R7221 | 1010475
T K6S-31Z:1.7-71 1 GJH1213001R7311 105075
24 K6S-40E-1.7-71 GJH1213001R7401 10 (0175
K6S-227-2.8-72 GJH1213001R7222 10 :0475
Ke 1010475
K6S-40E-2.8-72 GJH1213001R7402 10 10175
Other types on request
Main dimensions mm, inches
52,5 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
~._ O |
vy
1 OO DD
K o
ol ol = Il o oo ) E= |
DOODD :
—_— o
O
2
<

4.5 0.18"
2 272

KC6

2CDC102013C0201
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TKC6 4-pole mini contactor relays — with screw terminals
DC operated - large coil voltage range

Description

TKC6 4-pole mini contactors are space optimized control products mainly used for control functions or for
small loads up to 4 A.

These contactors are designed with:
— 4-poles with various contact combinations

2CDC211021F0011

TKcs—zuo » — control circuit: DC operated, hum free, low consumption (5 W at pull-in and at holding)
. e — expanded ambient temperature range -30 ... +70 °C and wide range voltage supply
— material is suitable for railway applications
TKC6-31Z - humfree operating DC coil

— no auxiliary contact block permitted for mounting
— designed for rail or wall mounting

Ordering details

Rated control circuit voltage Type Order code Pkg Weight
Uz Vg ; ; Ly (ecd
e : : : L kg
17..82 ) ) TKC6-227-51 GJH1213061R5221 0180
50 ... 90 0.180
o i06iRezz 0180
140.... 260 TKC6-227-68 GJH1213061R6228 0.180
17..82 ) . TKC6-31Z-51 GJH1213061R5311 0.180
50 ... 90 0.180
77..143 ) ) 0.180
140... 260 TKC6-312-68 0.180
17..82 ) . TKC6-40E-51 0.180
50 ... 90 0.180
77143 B . L0180
140... 260 TKC6-40E-68 GJH1213061R6408 0.180

Other types on request

Main dimensions mm, inches

525 207" 46.7 1.84"
475 1.87" 43.7 1.72"
[@ [
v
D DPDPDD
&I Rl 8 ° )
o =] =
5| ¢ ¢
POODD .
—— o
&
g

4.5 0.18"
o2 =2

TKC6
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B6, B7 3-pole mini contactors — with soldering pins
4 t0 5.5 kW
AC operated

Description
B6..P and B7..P 3-pole mini contactors are compact control products mainly used for switching resistive
or motor loads up to 690 V AC.
These contactors are designed with:
— 3 main poles and one built-in auxiliary contact
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact blocks for side mounting
designed for soldering on PCB boards

2CDC211003F0010

B6-30-10-P

Ordering details

% IEC UL/CSA i Rated control circuit } Auxiliary i Type i Order code i Pkg | Weight
S Rated operational ; 3-phase; General ; Voltage : contacts: fqty i(1pce)
g power cument imotor iuse iU Hitted : : P
° {9<40°Cirating rating ) L
400V 480V i i50Hz 60Hz \
B7-30-10-P AC-3 iAC-1 : i : : P
kw A thp ‘VAC VAC i ikg

B6 mini contactors

4 12 13 300V/ 24 24 10 1B6-30-10-P-01  GJL1211009R0101 0.170
12A 0 1 B6-30-01-P-01 : GJL1211009R0011 0.170
42 42 170 B6-30-10-P-02 : GJL1211009R0102 0.170
0 1 :B6-30-01-P-02 : GJL1211009R0012 0.170
48 48 170 B6-30-10-P-03 : GJL1211009R0103 0.170
0 1 $B6-30-01-P-03 : GJL1211009R0013 0.170
110...127 {110..127 ;. 1 0 :B6-30-10-P-84 : GJL1211009R8104 L0170
0 1 :B6-30-01-P-84 : GJL1211009R8014 0.170
220..240 :220..240 . 1 O B6-30-10-P-80 : GJL1211009R8100 L0170
0 1 $B6-30-01-P-80 : GJL1211009R8010 0470
380415 :380...415 . 1 0 B6-30-10-P-85 : GJL1211009R8105 0.170
0 1 :B6-30-01-P-85: GJL1211009R8015 0.170
B7 mini contactors
55 12 5 600V/ 24 24 10 1B7-30-10-P-01  GJL1311009R0101 10 10.170
16A 0 1 :B7-30-01-P-01 : GJL1311009R0011 10 :0.170
42 42 170 B7-30-10-P-02 : GJL1311009R0102 100170
0 1 @B7-30-01-P-02 : GJL1311009R0012 10 10470
48 48 10 B7-30-10-P-03 : GJL1311009R0103 10 0.170
0 1 !B7-30-01-P-03  GJL1311009R0013 100470
110...127 {110..127; 1 0 :B7-30-10-P-84 : GJL1311009R8104 10 0170
0 1 1B7-30-01-P-84  GJL1311009R8014 100470
220..240 1220240 1 1 0  B7-30-10-P-80 : GJL1311009R8100 10 0.170
0 1 B7-30-01-P-80 : GJL1311009R8010 100170
380..415 1380...415 1 1 0 ' B7-30-10-P-85 : GJL1311009R8105 10 0.170
0 1 B7-30-01-P-85 : GJL1311009R8015 100170
Other types on request
Main dimensions mm, inches
47.7 1.88" 4.3 017"

475 1.87" 4“7 1.76"

1 004"

45.2 1.78
422 1.66"

2CDC212003F0011

2CDC102023C0201

B6, B7
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BC6, BC7 3-pole mini contactors — with soldering pins
4 to 5.5 kW
DC operated

Description
BC6, BC7 3-pole mini contactors are compact control products mainly used for switching resistive or mo-
tor loads up to 690 V AC.
These contactors are designed with:
— 3 main poles and one built-in auxiliary contact
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact blocks for side mounting
designed for soldering on PCB boards

2CDC211030F0011

BC7-30-10-P

Ordering details

IEC i UL/CSA i Rated control  Auxiliary i Type i Order code i Pkg | Weight
Rated operational | 3-phase! General } Circuit voltage: contacts: iqty (1 pce)
power :current i motor :use U, fitted

0<40°C: rating : rating |
400V 480V \
AC-3 AC-1
kW A hp vDC z z z z . kg

BC6 mini contactors with 3 N.O. main poles

0.170
0.170
0.170
0.170
0.170
0.170
0.170
0.170
0.170
0.170
 BC6-30- 0.170
BC6-30-01-P-05 : GJL1213009R0015 10 10170

4 12 3 300V / i12 1 0 :BC6-30-10-P-07 GJL1213009R0107
12A iy

' BC6-30-10-P-01
1-p-01

' BC6-30-10-P-16

BC7 mini contactors with 3 N.O. main poles
55 12 5 600V / 12 1 0 :BC7-30-10-P-07 GJL1313009R0107 10 :0470
16 A 10 :0.170
100t
10 10170
10 10470
10 10470
10 10470
10 0t
10 10170
100t
_BoTa0- 10070
0 1 iBC7-30-01-P-05 GJL1313009R0015 10 10.170
BC6 mini contactors 2 N.O. + 1 N.C. main poles
4 12 3 300V/ 24 1 0 :BC6-21-10-P-01 GJL1213109R0101 0.170
12A B 0-P-16 0.170

0.170

0170

220, 240 170 {BCB-21-10-P-05 GJL1213109R0105 0170

Other types on request

Main dimensions mm, inches

477 188" 43 0.17°

475 187"

2CDC212003F0011
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VB6, VB7 3-pole mini reversing contactors — with soldering pins
4 to 5.5 kW
AC operated

Description

VBB, VB7 3-pole compact design reversing contactors are space optimized control products mainly used
for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc

control circuit: AC operated

— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coil

— no auxiliary contact block permitted for mounting

— designed for soldering on PCB boards

2CDC21101080011

VB7-30-10-P

Ordering details

IEC UL/CSA Rated control circuit Auxiliaryg Type Order code Pkg Weight
Rated operational | 3-phase! General ; Voltage i contacts! fqty (1 pce)
power :current imotor iuse iUg : fitted : : : :
6<40°Cirating irating | : |
400V 480V 50Hz 60 Hz \
AC3  AGT
kWA thp 'VAC VAC z z z i ikg
VB6 mini reversing contactors
4 12 3 300V/ 24 24 1 0 :VB6-30-10-P-01 : GJL1211909R0101 0.345
12A 0 1 1VB6-30-01-P-01 : GJL1211909R0011 0.345
42 42 1 0 :VB6-30-10-P-02 : GJL1211909R0102 10345
0 1 :VB6-30-01-P-02 : GJL1211909R0012 10345
48 48 1 0 VB6-30-10-P-03 : GJL1211909R0103 10345
0 1 :VB6-30-01-P-03 : GJL1211909R0013 0.345
10...127:110...127¢ 1 0 iVB6-30-10-P-84 : GJL1211909R8104 0.345
0 1 :VB6-30-01-P-84 : GJL1211909R8014 0.345
220...240:220...240¢ 1 0 :VB6-30-10-P-80 : GJL1211909R8100 0.345
0 1 1VB6-30-01-P-80 : GJL1211909R8010 0.345
380...415:380...415¢ 1 0 :VB6-30-10-P-85 : GJL1211909R8105 0.345
0 1 :VB6-30-01-P-85 : GJL1211909R8015 0.345
VBT mini reversing contactors
5.5 12 5 600V/ :24 24 1 0 :VB7-30-10-P-01 : GJL1311909R0101 0.345
16A 0 1 :VB7-30-01-P-01 : GJL1311909R0011 0.345
42 42 1 0 VB7-30-10-P-02 : GJL1311909R0102 0.345
0 1 iVB7-30-01-P-02 : GJL1311909R0012 0.345
48 48 1 0 {VB7-30-10-P-03 : GJL1311909R0103 0.345
0 1 iVB7-30-01-P-03 : GJL1311909R0013 0.345
10...127:110... 1271 1 0 iVB7-30-10-P-84 : GJL1311909R8104 0345
0 1 iVB7-30-01-P-84 : GJL1311909R8014 10345
220...240:220...240: 1 0 :VB7-30-10-P-80 : GJL1311909R8100 0.345
0 1 :VB7-30-01-P-80 | GJL1311909R8010 0345
380...415:380...415: 1 0 :VB7-30-10-P-85 : GJL1311909R8105 0.345
0 1 :VB7-30-01-P-85 : GJL1311909R8015 5 0345
Other types on request
Main dimensions mm, inches
47.7 1.88" 4.3 0.17"
96.2 3.79" ) 44.7 1.76"

1 0.04"

57.5 2.26"
452 1.78
42.2 1.66"

2CDC212007F0011

2CDC102025C0201

VB6, VB7
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VBC6B, VBC7 3-pole mini reversing contactors — with soldering pins
4 to 5.5 kW
DC operated

Description

VBC6, VBC7 3-pole compact design reversing contactors are space optimized control products mainly
used for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc

control circuit: DC operated

— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil

— no auxiliary contact block permitted for mounting

— designed for soldering on PCB boards

2CDC211009F0011

VBC7-30-10-P

Ordering details

IEC i UL/CSA i Rated control ; Auxiliary ; Type i Order code i Pkg § Weight

Rated operational : 3-phase; General ; Circuit voltage: contacts: fqty (1 pce)

power :current imotor iuse :Ug i fitted : : o
0<40°Ci rating : rating |

400V 480V \

AC-3 AC-1

KW A hp VDG : z : : . kg

VBC6 mini reversing contactors

4 12 3 300V/ i12 1 0 :VBGC6-30-10-P-07 GJL1213909R0107 0.345

12A 0.345

10345
0345
0345
o345
0345
0.345
0.345
0345
0345
0.345

10-P-04
-P-04

0 1 :VBGC6-30-01-P-05 GJL1213909R0015

VBC7 mini reversing contactors

5.5 12 5 600V/ i 12 10 VBC7-30-10-P-07  :GJL1313909R0107 5 0345
1A 01-P-07 0345
10-P-01 0.345
0.345
0.345
0.345
0.345

10-P-16

10-P-03

01-P-03 10345
10—P-04 0.345 )
........................... . -P-O4 . 0.345 .
220 ... 240 . 10—P-05 0.345 )
0 1 :VBC7-30-01-P-05 GJL1313909R0015 5 0.345
Other types on request
Main dimensions mm, inches
47.7 1.88" 4.3 0.17"
96.2 3.79" ) 44.7 1.76"
SV R S
o o o -
5| ¢ ¢
VBC6, VBC7
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VBO6A, VB7A 3-pole mini reversing contactors — with soldering pins
4 to 5.5 kW
AC operated — with safety blocking function

Description

VB6A, VB7A 3-pole compact design reversing contactors are space optimized control products mainly
used for switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor
VB7-30-01-P with the coil voltage applied.

— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coil
— no auxiliary contact block permitted for mounting
— designed for soldering on PCB boards

2CDC211013F0010

Ordering details

IEC UL/CSA Rated control circuit Auxiliaryg Type Order code Pkg Weight
Rated operationai’ 3-phase General } Voltage i contacts! fqty (1 pce)
power :current i motor iuse  iUg : fitted : : : :
{6<40°Cirating irating | : |?.
400V 480V i50Hz ;60 Hz \
AC-3  AC-T
KW A hp VAC VAC : : z . kg
VB6A mini reversing contactors with safety blocking function
4 12 3 300V / 24 24 0 :VB6A-30-10-P-01 : GJL1211919R0101 0.345
12A 0.345
42 42 0.345
0345
48 48 0345
0 1 0.345
110,127 1101277 1 0 ) ' GJL1211919R8104 0345
0 1 L1211919R8014 0.345
220..240220..240 1 0 L1211919R8100 0345
01 L1211919R8010 0345
380...415:380...415: 1 0 £ GJL1211919R8105 0.345
0 1 :VBBA-30-01-P-85 : GJL1211919R8015 0.345
VBT7A mini reversing contactors with safety blocking function
55 12 5 600V / | 24 24 1 0 VBTA-80-10-P-01 | GJL1311919R0101 5 10345
16 A 5 0,345
RN o
5 oms
48 48 5 0.345
510845
110 . 1271110 . 127 510345
510845
2002407220 ... 240 510345
(ML N
380 ...415:380 ... 415 5 0.345
0 1 :VB7A-30-01-P-85 : GJL1311919R8015 510845
Other types on request
Main dimensions mm, inches
47.7 1.88" 4.3 0.17"

9.2 3.79" o wrire

57.5 2.26"

45.2 1.78

42.2 1.66"
&

DDl D 00w g e0-0400]
o - y

VB6A, VB7A

2CDC102027C0201
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VBC7A 3-pole mini reversing contactors — with soldering pins
4 t0 5.5 kW
DC operated — with safety blocking function

Description

VBC7A 3-pole compact design reversing contactors are space optimized control products mainly used for
switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor
VBC7A-30-10-P with the coil voltage applied.

— control circuit: AC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
— no auxiliary contact block permitted for mounting
— designed for soldering on PCB boards

2CDC211009F0011

Ordering details

IEC i UL/CSA i Rated control ; Auxiliary ; Type i Order code i Pkg § Weight

Rated operational : 3-phase; General ; Circuit voltage: contacts: fqty (1 pce)

power :current i motor iuse :Ug i fitted : : o
0<40°Ci rating : rating |

400V 480V \

AC-3 AC-1

kW A thp VDC : z : : . kg

VBC7A mini reversing contactors with safety blocking function

5.5 12 5 600V / i12 1 0 :VBC7A-30-10-P-07 GJL1313919R0107 0.345

16A 0.345

0.345
0.345
0.345
0.345
0345
o345
0345
0345
0345
0.345

0 1 {VBC7A-30-01-P-05 : GJL1313919R0015

Other types on request

Main dimensions mm, inches
47.7 1.88" 4.3 0.17"

96.2 3.79" ) 44.7 1.76"

1 .0.04"

57.5 2.26"
45.2 1.78
42.2 1.66"

2CDC212007F0011

VBC7A
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K6 4-pole mini contactor relays — with soldering pins
AC operated

Description
K6 4-pole mini-contactor relays are space optimized control products mainly used for control functions or
for small loads up to 4 A.
These contactors are designed with:
— 4-poles with various contact combinations
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact block for side mounting
designed for soldering on PCB boards

2CDC211022F0011

K6-22Z-P

Ordering details

Rated control circuit voltage Type Order code Pkg : Weight

U, . qty : (1 pce)

50 Hz 60 Hz

VAC VAC kg

K6 4-pole mini contactor relays
2 ] ] - K6-207-P-01 GJH1211009R0221 0170
42 K 0.170
48 i i " 1Kp-207-P-03 GJH1211009R0223 0170
LT A | 0i0”
220 ... 240 K6-22Z-P-80 GJH1211009R8220 0.170
380 ... 415 i TK6-222-P-85  :GJH1211009R8225 0170
24 K6-31Z-P-01 GJH1211009R0311 0.170
g 0io”
48 K6-31Z-P-03 GJH1211009R0313 0.170
110..127 0.170
200,040 . K&SIZP80 " GUHI2(1009RES10 0.70
380...415 K6-31Z-P-85 GJH1211009R8315 0.170
24 K6-40E-P-01 GJH1211009R0401 0.170
g ain0”
48 0.170
110..127 ) L0170
220.....240 . . LK 0.170...
380 ... 415 K6-40E-P-85 GJH1211009R8405 0.170

Other types on request

Main dimensions mm, inches
47.7 1.88" 43 0.17"

475 1.87" 44.7 1.76"

1 004"

452 1.78
422 1.66"

2CDC212003F0011

2CDC102030C0201

K6
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KC6 4-pole mini contactor relays — with soldering pins
DC operated

Description
KC6 4-pole mini-contactor relays are space optimized control products mainly used for control functions
or for small loads up to 4 A.
These contactors are designed with:
— 4-poles with various contact combinations
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
KC6-22Z-P — add-on auxiliary contact block for side mounting
designed for soldering on PCB boards

2CDC211025F0011

Ordering details

5 Rated control circuit voltage Type Order code Pkg Weight
g Ue faty ; (1 pce)
] vDC : : : : i kg

K6 4-pole mini contactor relays

12 KC6-222-P-07 GJH1213009R0227

Kee-s1zp 2, f f kS
48 ) ) KC6-222-P-1

0.170
0170
0.170

110...125 KC 0.170
220240 i KC6-227-P-05 GJH1213009R0225 0170
24 KC6-31Z-P-01 GJH1213009R0311 0.170
A " ] o
10.. 125 . ) 0.170
220 . 240 KC6-31Z-P-05 GJH1213009R0315 0.170
12 KC6-40E-P-07 GJH1213009R0407 0.170
2 :1 i 10080401 070
48 KC6-40E-P-1 0.170
110,125 ’ KC 0170
220240 i KCB-40E-P-05 GJH1213009R0405 0170

Other types on request

Main dimensions mm, inches

47.7 1.88" 4.3 0.17"
475 187 44.7 1.76"
—Cr— -
R
J
TTni i
; 5
R i S -
: 1 =H I
g E
&
= :
Q
£ L. 2 g
Q

KC6
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BC6, BC7 3-pole interface mini contactors — with soldering pins
4 t0 5.5 kW
DC operated

Description
BC6, BC7 3-pole interface mini contactors are compact control products mainly used for switching resis-
tive or motor loads up to 690 V AC.
These contactors are designed with:
— 3 main poles and one built-in auxiliary contact
— control circuit: DC operated
— low coil consumption (1.4 ... 2.4 W at pull-in and at holding)
— hum-free coil
no auxiliary contact block permitted for mounting
designed for soldering on PCB boards

2CDC211030F0011

BC7-30-10-P

Ordering details

IEC {UL/CSA : Rated control ; Auxiliary | Type : Order code : Pkg | Weight
Rated operational §3-phase§ Gnerai | circuit voltage! contacts! faty | (1 pce)
power icurrent imotor iuse i Ug fitted ¢ ; ; ; ;
:0<40°Cirating irating | | ?.
400V 1480V \
AC-3  1AC1
kW A ‘hp vVDC : : : z L
DC operation24V /1.4 W
4 2 13 T300V/ 24 ©1 0 B06-30-10-P-1.4-81 : GJL1213009R8101 70.170
12A )1 JL1213000R8011 0470
55 12 5 600V / 24 'GJL1313009R8101 Toar0
: : 16A {GUL1313009R8011 T0470”
DC operation 17 ... 32V /2.4 W, |, <8A
4 2 i3 7300/ 117..32 “GUL1213009R5101 0170
12A ‘GJL1213000R5011 0470
55 12 5 goov/ i17.. 32 ) 'GJL1313009R5101 0170
16A 70 1 |BC7-30-01-P-2.4-51 : GJL1313009R5011 10470

Other types on request

Main dimensions mm, inches
47.7 1.88" 4.3 0.17"

47.5 1.87" 4.7 1.76"

1 004"

45.2 1.78
422 1.66

2CDC212003F0011

2CDC102029C0201
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KC6 4-pole interface mini contactor relays — with solderings pins
DC operated

Description
KC6 4-pole interface mini-contactor relays are space optimized control products mainly used for control
functions or for small loads up to 4 A.
These contactors are designed with:
— 4-poles with various contact combinations
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coil
— add-on auxiliary contact block for side mounting
designed for soldering on PCB boards

2CDC211023F0011

KC6-31Z-P-1.4

Ordering details

Rated control circuit voltage Type Order code Pkg Weight
U, v (el
vDC . kg
DC operation24V /1.4 W
2 SRR | A oo A 05 ST 10,9170
24 KG6-40E-P-1.4-81 GJH1213009R8401 10 {0170
DC operation 17 ...32V /2.4 W
122 e B R Rt ST AICLO R 100170
17...32 KG6-40E-P-2.4-51 GJH1213009R5401 10 {0170

Other types on request

Main dimensions mm, inches
47.7 1.88" 4.3 0.17"

475 1.87" ‘ 44.7 1.76"

1 0.04"

452 1.78
42.2 1.66"

2CDC212003F0011

KC6
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B6, B7 3-pole mini contactors — with flat pin connection
4 to 5.5 kW
AC operated

Description
B6..F, B7..F 3-pole mini contactors are compact control products mainly used for switching resistive or
motor loads up to 690 V AC.
These contactors are designed with:
— flat pin connection for plug-in wiring and shake proven connection
— 3 main poles and one built-in auxiliary contact
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coll
— add-on auxiliary contact blocks for side mounting
— designed for rail or wall mounting

2CDC211002F0010

Ordering details

5 IEC { UL/CSA ¢ Rated control circuit : Auxiliary: Type : Order code  Pkg | Weight
§ Rated operational | 3-phase! General | Voltage i contacts! iqty : (1 pee)
Q power :current i motor iuse iUg : fitted : : : :
§9540°C§rating §rating ) | :
B7-30-10-F 400V 480V [50Hz  60Hz ! \?
AC-3 L ACT
kW (A ihp 'VAC _iVAC § § § . kg
B6 mini contactors
4 0 3 300V/ (24 24 10 1B6-30-10-F-01  GJL1211003R0101 0.170
12A 0 1 B6-30-01-F-01 : GJL1211003R0011 0.170
42 42 10 B6-30-10-F-02 : GJL1211003R0102 0.170
0 1 $B6-30-01-F-02 : GJL1211008R0012 0.170
48 48 10 B6-30-10-F-03 : GJL1211003R0103 0.170
0 1 BB-30-01-F-03 : GJL1211003R0013 0.170
110...127 {110..127; 1 0 :B6-30-10-F-84 : GJL1211003R8104 0.170
0 1 BB-30-01-F-84 : GJL1211003R8014 0.170
220..240 :220..240 . 1 O B6-30-10-F-80 : GJL1211003R8100 L0170
0 1 BB-30-01-F-80 : GJL1211003R8010 0170
380415 :380...415 . 1 0  B6-30-10-F-85 : GJL1211003R8105 0.170
0 1 BB-30-01-F-85 | GJL1211003R8015 0.170
B7 mini contactors
55 0 5 600V/ 24 24 10 1B7-30-10-F-01  GJL1311003R0101 10 10.170
16A 0 1 :B7-30-01-F-01 : GJL1311003R0011 10 0170
42 42 10 B7-30-10-F-02 : GJL1311003R0102 100170
0 1 B7-30-01-F-02 : GJL1311003R0012 10 0170
48 48 10 B7-30-10-F-03 : GJL1311003R0103 100170
0 1 B7-30-01-F-03 : GJL1311003R0013 10 0.170
110...127 {110..127; 1 0 :B7-30-10-F-84 : GJL1311003R8104 10 0.170
0 1 B7-30-01-F-84 : GJL1311003R8014 10 0.170
220..240 :220..240 . 1 O B7-30-10-F-80 : GJL1311003R8100 10 10470
0 1 !B7-30-01-F-80  GJL1311003R8010 100470
380..415 :380...415 . 1 0 B7-30-10-F-85 : GJL1311003R8105 10 0.170
0 1 {B7-30-01-F-85  GJL1311003R8015 100470
Other types on request
Main dimensions mm, inches
52.5 207" 46.7 1.84"
475 1.87" 43.7 1.72"
— R .
FEN FEN FIN RN R s
HHE
SEE | ED s oa 1 H
T SRR BE :
3 O 5
g
8
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BC6, BC7 3-pole mini contactors — with flat pin connection
4 to 5.5 kW
DC operated

Description
BC6, BC7 3-pole mini contactors are compact control products mainly used for switching resistive or mo-
tor loads up to 690 V AC.
These contactors are designed with:
— flat pin connection for plug-in wiring and shake proven connection
— 3 main poles and one built-in auxiliary contact
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coill
— add-on auxiliary contact blocks for side mounting
— designed for rail or wall mounting

2CDC211041F0011

Ordering details

g IEC { UL/CSA ‘ Rated control : Auxiliary : Type  Order code : Pkg | Weight
] Rated operational : 3-phase: General ; Circuit voltage  : contacts: fqty (1 pce)
8 power current imotor iuse i Ug i fitted : : o
0<40°Ci rating : rating | ?‘
BC7-30-10-F 400V 480V \
AC-3  :AC-1
kw A ihp :VDC : : ; ; i ikg
BC6 mini contactors
4 20 3 300V/ (12 1 0 !BC6-80-10-F-07 :GJL1213008R0107 0.170
12A 0 1 :BC6-30-01-F-07 0.170
24 170 {BC6-80-10-F-01 0.170
0 1 BC6-30-01-F-01 0.170
48 10 :BC6-30-10-F-16 0.170
0 1 BC6-30-01-F-16 0.170
60 10 :BC6-30-10-F-03 0170
0 1 BC6-30-01-F-03 0.170
110...125 10 :BC6-30-10-F-04 G 0470
0 1 iBC6-30-01-F-04 50170
220 ... 240 10 :BC6-30-10-F-05 0170
0 1 :BC6-30-01-F-05 :GJL12130038R0015 10 :0.170
BC7 mini contactors
55 20 5 600V/ 12 1 0 !BC7-30-10-F-07 :GJL1313003R0107 10 10170
16A 0 1 :BC7-30-01-F-07 10 :0.170
24 1 0  BC7-80-10-F-01 1050470
0 1 iBC7-30-01-F-01 10 §0.170
48 1 0 BC7-80-10-F-16 10 ©0.470
0 1 iBC7-30-01-F-16 10 :0.170
60 10 :BC7-30-10-F-03 10 0170
0 1 iBC7-30-01-F-03 10 :0.170
110... 125 10 :BC7-30-10-F-04 10 :0.170
0 1 :BGC7-30-01-F-04 1050470
220 ... 240 10 :BC7-30-10-F-05 10 :0.170
0 1 :BC7-30-01-F-05  GJL1313003R0015 10 10470
Other types on request
Main dimensions mm, inches
525 207" 46.7 1.84"
475 1.87" 43.7 1.72"
O |
FIfEalaLE 3k |
:E E :E .:@ o o :] :Er
olal = N
| < =
L | g
h 45 0.18" %
BC6, BC7
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VB7 3-pole mini reversing contactors — with flat pin connection
4 to0 5.5 kW
AC operated

Description

VB7 3-pole compact design reversing contactors are space optimized control products mainly used for
switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc.

— flat pin connection for plug-in wiring and shake proven connection
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free caill
— no auxiliary contact block permitted for mounting
— for rail and wall mounting

2CDC211005F0011

VB7-30-10-F

Ordering details

IEC { UL/CSA  Rated control circuit : Auxiliary : Type  Order code : Pkg | Weight
Rated operational ; 3-phase General ; Voltage i contacts iqty (1 pce)
power :current motor iuse :Ug ifitted  :
29540°C§rating érating . |? ‘ ‘ ‘
400V 480V i i50Hz ;60 Hz \
AC3  ACT
kw A ihp 'VAC VAC z z z i ikg
VBT mini reversing contactors
5.5 20 5 600V/ 24 24 10 VB7730-1O-F-O1 GJL1311903R0101 5 0.345
16A 0 1 GJL1311903R001 1 0.345
42 42 10 GJL1311903R0102 0.345
0 1 GJL1311903R0012 0.345
48 48 10 GJL1311903R0103 0.345
0 1 GJL1311903R0013 10345
10..127:110..127 ¢ 1 0 GJL1311903R8104 10345
0 1 GJL1311903R8014 10345
220..240:220...240: 1 O GJL1311903R8100 0.345
0 1 GJL1311903R8010 0.345
380..416:380...4156: 1 0 GJL1311903R8105 0.345
0 1 :VB7-30-01-F-85: GJL1311903R8015 5 0.345
Other types on request
Main dimensions mm, inches
46.7 1.84"
96.2 3.79" 43.7 1.72"
— L
; 3| )
w < | <
== : 8
5 2
4.5 0.18" ZD)) §
© 2
VB7 §
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VBC7 3-pole mini reversing contactors — with flat pin connection
4 to 5.5 kW
DC operated

Description

VBC7 3-pole compact design reversing contactors are space optimized control products mainly used for
switching resistive or motor loads up to 690 V AC.
These reversing contactors are designed with:

— built-in mechanical interlock. The coils must be mutually interlocked electrically and coils must be de-
energised for 50 ms at least to prevent phase to phase short circuit on the arc

— flat pin connection for plug-in wiring and shake proven connection
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coill
— no auxiliary contact block permitted for mounting
for rail and wall mounting

2CDC211004F0011

VBC7-30-10-F

Ordering details

IEC i UL/CSA i Rated control ; Auxiliary ; Type i Order code i Pkg § Weight

Rated operational ; 3-phase; General ; Circuit voltage: contacts: fqty (1 pce)

power current imotor iuse i Ug fitted ¢ ; : i i
0<40°Ci rating :rating |

400V 480V \

AC-3 AC-1

W A hp VDC z z : z L kg

VBC?7 mini reversing contactors

55 20 5 600V/ (12 1 0 [VBC7-30-10-F-07  GJL1313903R0107
16A ) 01-F-07
10-F-01

0.345
0.345
0.345
0.345
0.345
0845
0345
0345
0.345
0.345
0.345
0.345

0 1 iVBC7-30-01-F-05  :GJL1313903R0015

Other types on request

Main dimensions mm, inches

46.7 1.84'
96.2 3.79" 437 1.72"
o © &9
NS
ol = =
of of o )
~ v o
ol | <
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45 0.18" 3
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3/32 | ABB

2CDC102036C0201



VB7A 3-pole mini reversing contactors — with flat pin connection

4 to 5.5 kW

AC operated — with safety blocking function

VB7A-30-10-F

2CDC211003F0011

Description

VB7A 3-pole compact design reversing contactors are space optimized control products mainly used for

switching resistive or motor loads up to 690 V AC.
These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor

with the coil voltage applied.

— flat pin connection for plug-in wiring and shake proven connection

— control circuit: AC operated

— low coil consumption (3.5 VA at pull-in and at holding)

— hum-free caill
— no auxiliary contact block permitted for mounting
— for rail and wall mounting

Ordering details

IEC { UL/CSA  Rated control circuit : Auxiliary: Type  Order code : Pkg | Weight
Rated operational: 3-phase: General ; voltage : contacts: : iqty (1 pce)
power current imotor :use Ug ifitted : :
29540°C§rating érating . |?‘
400V : £480V i50Hz ;60 Hz \
AC-3  AC1
kW ‘A ihp iVAC iVAC : i pece i kg
VB7A mini reversing contactors with safety blocking function
55 120 5 600V / {24 24 10 1VB7A-30-10-F-01 GJL1311913R0101 5 10345
16A 0 1 VB7A-30-01-F-01  GJL1311913R0011 5 10.345
42 42 10 VB7A-30-10-F-02  GJL1311913R0102 50345
0 1 :VB7A-30-01-F-02 : GJL1311913R0012 5 10.345
48 48 10 VB7A-30-10-F-03  GJL1311913R0103 50345
0 1 :VB7A-30-01-F-03 GJL1311913R0013 5 10.345
110...127 1 110..127 { 1 0 :VB7A-30-10-F-84 : GJL1311913R8104 50345
0 1 :VB7A-30-01-F-84 : GJL1311913R8014 5 10.345
220..240 1220240 1 0 :VB7A-30-10-F-80 : GJL1311913R8100 50345
0 1 :VB7A-30-01-F-80 : GJL1311913R8010 5 0345
380..415 380...415 0 1 0 :VB7A-830-10-F-85: GJL1311913R8105 5 10345
0 1 :VB7A-30-01-F-85: GJL1311913R8015 5 10345
Other types on request
Main dimensions mm, inches
46.7 1.84"

96.2 3.79"

57.5 2.26"

45.2 1.78"
42.2 1.66"

VB7A

43.7 1.72"

(-

45 0.18"

2CDC212006F0011
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VBC7A 3-pole mini reversing contactors — with flat pin connection
4 to 5.5 kW
DC operated — with safety blocking function

Description

VBCTA 3-pole compact design reversing contactors are space optimized control products mainly used for

switching resistive or motor loads up to 690 V AC.

These reversing contactors are designed with:

— built-in mechanical interlock and safety blocking function. The safety blocking function is triggered if the
voltage is applied to the coil of the contactor to be switched on before the contactor to be switched
off has dropped out. The contactor coils are designed for continuous operation when the contactor is
de-energised i.e. the coil is not damaged if the mechanical interlock prevents switch-on of the contactor

VBC7A-30-10-F with the coil voltage applied.

— flat pin connection for plug-in wiring and shake proven connection
— control circuit: DC operated
— low coil consumption (3.5 W at pull-in and at holding)
— hum-free coill
— no auxiliary contact block permitted for mounting
for rail and wall mounting

2CDC211002F0011

Ordering details

IEC {UL/CSA ¢ Rated control ; Auxiliary ; Type : Order code  Pkg : Weight

Rated operational ; 3-phase; General ; Circuit voltage: contacts: fqty (1 pce)

power current imotor iuse i Ug ifitted ; ; L

0<40°Ci rating : rating | ?

400V 480V \

AC-3  AC-1

kW A thp 'VDC : z z z L ke

VBC7A mini reversing contactors with safety blocking function

55 20 5 600V/ {12 1 0 [VBC7A-30-10-F-07 ' GJL1313913R0107 5 10345

1A 5 10345

s
5o
5o
5o
5 ods
5...0345
5...30845
.5‘H‘ 0.345

13913R0105

1 0.345
313913R0015

0.345

Other types on request

Main dimensions mm, inches

46.7 1.84"
96.2 3.79" 43.7 1.72"
8§ 8
a| = =
0| o o ]
~ w0 o
[} < <
5
2
— S
S
&
Q
45 0.18" g
&
VBC7A
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BC6, BC7 3-pole interface mini contactors — with flat pin connection
4 to 5.5 kW
DC operated

Description
BC6, BC7 3-pole interface mini contactors are compact control products mainly used for switching resis-
tive or motor loads up to 690 V AC.
These contactors are designed with:
— flat pin connection for plug-in wiring and shake proven connection
— 3 main poles and one built-in auxiliary contact
— control circuit: DC operated
— low coil consumption (1.4 ... 2.4 W at pull-in and at holding)
— hum-free coill
— no auxiliary contact block permitted for mounting
— designed for rail or wall mounting

2CDC211041F0011

Ordering details

g IEC { UL/CSA  Rated control : Auxiliary: Type  Order code : Pkg : Weight
§ Rated operational ; 3-phase; General ; Circuit voltage: contacts: : : fqty (1 pce)
s power icurrent imotor iuse i Ug i fitted o
0<40°Ci rating : rating | ?‘
BC7-30-10-F 400V 480V \
AC-3  AC-1
kw A ihp ‘vDC : ; : ‘ i ikg
DC operation24V /1.4 W
4 20 3 300V/ BC6-30-10-F-1.4-81 : GJL1213003R8101 : 010 0170
12A BC6-30-01-F-1.4-81 : GJL1213003R801 1 10 :0.170
55 20 5 1600V/ ..B . N
16 A BC7-30-01-F-1.4-81 : GJL1313003R801 1 10 £0.170
DC operation 17 ...32V /24 W
4 20 3 300V/ 1732 1.0, :BO6:80-10-F-2.4-51 © GJL1213003R510T © ~ :10 :0.170
12A 0 1 iBC6-30-01-F-2.4-51 :GJL1213003R5011 10 10170
55 20 5 600V/ i17..32
16A 0 1 :BC7-30-01-F-2.4-51 :GJL1313003R5011 10 :0.170

Other types on request

Main dimensions mm, inches

525 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
O ] —r— q
glk|s b
159 |® e a ) =
wlN| N
T
— .
O,

2CDC212002F0011

4.5 0.18"
2 22

BC6, BC7

2CDC102039C0201
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K6 4-pole mini contactor relays — with flat pin connection
AC operated

Description
K6 4-pole mini-contactor relays are space optimized control products mainly used for control functions or
for small loads up to 4 A.
These contactors are designed with:
— flat pin connection for plug-in wiring and shake proven connection
— 4-poles with various contact combinations
— control circuit: AC operated
— low coil consumption (3.5 VA at pull-in and at holding)
— hum-free coill
— add-on auxiliary contact blocks for side mounting
— for rail and wall mounting
— add-on auxiliary contact blocks for side mounting

2CDC21103480011

K6-22Z-F

Ordering details

Rated control circuit voltage Type Order code Pkg Weight
Us qty : (1 pce)
50 Hz 60 Hz
VAC VAC kg
K6 4-pole mini contactor relays
24 K6-22Z-F-01 GJH1211003R0221 10 :0.170
i e ST T e O e, .
I K6-202:08 o,
110 ...127
1220...240 " K6-222-F-80
380...415 K6-22Z-F-85 GJH1211003R8225
o  K6-31Z-F-01 GJH1211003R031 1 10 10170
42
I _K631ZF-08 o,
110..127
220,240
380 ... 415
2
42
I JKGAOEF03 GIHI211000R0A03 10
110...127 K6-40E-F-84
220200 iR E o, .
380 ... 415 380 ... 415 K6-40E-F-85 GJH1211003R8405 10 :0.170

Other types on request

Main dimensions mm, inches

52,5 207" 46.7 1.84"
475 1.87" 43.7 1.72"
O I e |
PRTRE
8128 | B ’
8 == ) o o ] =H]
0ol o
5|29 -
HHHEE ;
—a -2
)
- 15}
4.5 0.18" S
K6
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KC6 4-pole mini contactor relays — with flat pin connection
DC operated

Description

K6 4-pole mini-contactor relays are space optimized control products mainly used for control functions or
for small loads up to 4 A.

These contactors are designed with:

— flat pin connection for plug-in wiring and shake proven connection
4-poles with various contact combinations

control circuit: AC operated

— low coil consumption (3.5 VA at pull-in and at holding)

— hum-free caill

— add-on auxiliary contact blocks for side mounting

— for rail and wall mounting

2CDC211029F0011

KC6-22Z-F-01

Ordering details

Rated control circuit voltage Type Order code Pkg Weight
Ue caty (1 pee)
vVDC f f 5 ¢ kg

K6 4-pole mini contactor relays

12 ] ] KC6-222-F-07 GJH1213003R0227 10 10470
24 10 :0.170

i oo
110...125 10 :0.170

220.. 200 ) KC6-222-F-05 GJH1213003R0225 10 070
12 KC6-31Z-F-07 GJH1213003R0317 10 :0.170

2 :1 :1 i " I S R LT
48 KC6-31Z-F-16 10 10170

1015 :1 i .. S LR LT
220 ... 240 KC6-31Z-F-05 GJH1213003R0315 10 :0.170

2 ] e KC6-40E-F-01  GJH1213008R0401 10 10170
4 . S K . e 00170
110125 e KOB-40E-F-04 ~ :GJH1213003R0404 : - 10 10170
220 ... 240 KC6-40E-F-05 GJH1213003R0405 10 :0.170

Other types on request

Main dimensions mm, inches

52.5 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
O ] —— o
PRPDE
olo| ©
SEF | ED) o o ==
QN
5(¢ ¢ 0 0 0 1 !
JEREE
— o

2CDC212002F0011

4.5 0.18"
2 22

KC6

2CDC102041C0201
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KC6 4-pole interface mini contactor relays — with flat pin connection
DC operated

Description

KC6 4-pole interface mini-contactor relays are space optimized control products mainly used for control
functions or for small loads up to 4 A.

These contactors are designed with:

— flat pin connection for plug-in wiring and shake proven connection
— 4-poles with various contact combinations

— control circuit: AC operated

— low coil consumption (1.4 ... 2.4 W at pull-in and at holding)
hum-free coil

no auxiliary contact block permitted for mounting

— for rail and wall mounting

— no add-on auxiliary contact blocks possible

2CDC211033F0011

KC6-31Z-F-05

Ordering details

Rated control circuit voltage EType §0rder code EPkg §Weight
U, oy (poo
VDG L
DC operation24V /1.4 W

24 . . . . . o ainc I A0 S 10,0170
24 KC6-40E-F-1.4-81 GJH1213003R8401 10 :0.170
DC operation 17...32V /24 W

82 . . . . OIS et S IO 10..30.170
17...82 KC6-40E-F-51 GJH1213003R5401 10 :0.170

Other types on request

Main dimensions mm, inches

525 2.07" 46.7 1.84"
475 1.87" 43.7 1.72"
O ] —o— u
i3k 2|
glRls —
w == &) o o ] E= |
A RIE
T EEEE :
—a - 8
- 8
4.5 0.18" §
KC6
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B6, B7, BC6, BC7 3- and 4-pole mini contactors
VBo6, VB7, VBC6, VBC7 3-pole mini reversing contactors
Accessories

Ordering details

§ Suitable for Aucxiliary ; Type Order code Pkg : Weight
§ contacts qty : (1 pce)
| ?
; \ ; ; : : ‘ kg
CAF6-11N Front mounted instantaneous auxiliary contact blocks (not allowed for mounting on TBC, B6S, B7S, interface contactors)
B6-, B7-40-00, BC6-, BC7-40-00 CAFG-11E GJL1201330R0002 10 10020
@ § VB6, VB7, VBC8, VBC7, VBBA, VB7A CAF6-20E 10 :0.020
/ é VBC6A, VBC7A C 9070020
m 8 B6-, B7-30-10, BC6-, BC7-30-10 _: CAF6-11M 10 :0.020
Q VBS6, VB7, VBCB, VBC7, VB6A, VB7A C 10 1 0.020
VBCBA, VBC7A " CAFG-02M 1070000
RV-BC6/250 B6-, B7-30-01, BC6-, BC7-30-01 C 10,0020
VB6, VB7, VBC6, VBC7, VB6A, VB7A CAF6-20N 10 :0.020
VBC6A, VBC7A CArsooNTTTTT GJL1201330R0012 10770020
Side mounted instantaneous auxiliary contact block "
- B6-, B7-40-00, BC6-, BC7-40-00 1.1 CA6TIE ... GJL1201317R0002 100080
B6-, B7:3010,806, BC7:80-00 1.1 CAGIM  GJL1201317R0003 100030
§ B6-, B7-30-01, BC6-, BC7-30-01 1 1 iCA6-11N GJL1201317R0004 10 10.030
é Side mounted instantaneous auxiliary contact block with soldering pins ?
Bé-, B7-40-00-P, BC6-BC7-40-00P 1 1 {CA6-11E-P GJL1201319R0002 10 10.025
CA6-11E B6-, B7-30-10-P, BC6-, BC7-30-10-P 1106 10 :0.025
B6-, B7-30-01-P, BC6-, BC7-30-01-P 1 1 i{CA6-1IN-P GJL1201319R0004 10 10.025
Side mounted instantaneous auxiliary contact block with flat pin connection 2
B6-, B7-40-00-F, BC6-,BC7-40-00-F 1 1 :CA6-11E-F GJL1201318R0002 10 :0.025
B6-, B7-30-10-F, BOG-, BC7-30-10:F L1 OASTIMEE  GJL1201318R0003 10,0025
B6-, B7-30-01-F, BC6-, BC7-30-01-F 1 1 :CA6-1IN-F GJL1201318R0004 10 :0.025
g Soldering receptacle (|, = 10 A, AC-3: 500 V/8 A, 690V /3.5 A, UL: 300V /8 A)
% B6,B7,BCG,BC7 L GJL1201902R0001 10 :0.020
§ 2-pole aux.contact blocks CA L GJL1201903R0001 10 :0.010
7 CAB and CAF6 must not be fitted simultaneously.
CA6-11E-P
Suitable for Rated control Connection type Type Order code Pkg : Weight
circuit voltage Uy aty ; (1 pce)
vVDC kg
Surge suppressors for contactor coils
BC6, BC7 24 ...60 Cable lug 'RV-BC6/60 GHV2501902R0002 0.005
§ GHV2501902R0003 10005
g 50 ... 250 01903R0002 :0.005
§ 01903R0003 10010
& 380 R GHV2501904R0002 0.005
Flat pin, 2.8 mm RV-BC6-F/380 GHV2501904R0003 0.010
CA6-11E-F Note: Mini contactors for AC operation have an integrated protective circuit
o Connecting links with manual motor starters
S To connect B..VB.. mini contactor to MS116, MS132 BEA7/132 1SBN080906R1002 10 :0.013
% To connect B.VB.. mini contactors to MS325 i BEA7325 1SBNO80J0BR1001 10 10021

Connection sets for reversing contactors

VB, VB7, VBC6, VBC7, VB6A, VB7A, VBC6A, VBCTA, i BSM6-30 : GJL1201908R0O001 £10 10.010
cross-section 1.8 mm? : :

Parallel connecting link

B6, B7, BCB, BC7 :LP6 : GJL1201907R0001 :100 : 0.009
Cover cap, transparent fitting to DIN rail design, sealable
B6, B7, BC6, BC7 :LT6-B : GJL1201906R0001 :10 :0.015

Plastic label for markings
B6, B7, BC6, BC7 : BA5-50 : 1SBN110000R1000 : :50 :0.020

2CDC231012F0011

Thermal overload relays

: T16 (see page 2CDC106036C0201) (110100

2CDC102042C0201
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K6, KC6 4-pole mini contactor relays
Accessories

Ordering details

_ Suitable for Auxiliary : Type Order code Pkg : Weight
8 contacts qty : (1 pce)
|
)
Q : : i kg
Front mounted instantaneous auxiliary contact blocks "
K6, KC6 LI oL S GJL1201830R0001 & 10 ;0020
2.0 OAB-20K GJL1201330R0005 & ¢ 1010020
0 2 :CAF6-02K GJL1201330R0009 10 1 0.020
Side mounted instantaneous auxiliary contact block "
K6, KC6 1 1 :CA6-11K : GJL1201317R0001 £10 :0.030
é Side mounted instantaneous auxiliary contact block with soldering pins ?
g Ke6..P, KC6..P 1 1 :CA6-11K-P : GJL1201319R0001 :10 1 0.025
E Side mounted instantaneous auxiliary contact block with flat pin connection?
Ke6..F, KC6..F 1 1 :CAB-11K-F : GJL1201318R0001 :10 :0.025
CA6-11K Soldering receptacle (I, <8 A)
AL | LB GJL1201902R0001 = ... 10 :0.020
2-pole auxiliary contact blocks CA LB6-CA GJL1201903R0001 10 :0.010
" CA6 and CAF6 must not be fitted simultaneously.
Suitable for Rated control Connection type Type Order code Pkg : Weight
° circuit voltage aty : (1 pce)
U
£ vVDC kg
s Surge suppressors for contactor coils
KC6 24 .60 Cable lug RV-BC6/60 GHV2501902R0002
CA6-11K-P Fiat pin. 2. |
50 ... 250 Cable lug 'RV-BC6/250
38 G
Flat pin, 2.
Note: Mini contactors for AC operation have an integrated protective circuit
£ Cover cap, transparent fitting to DIN rail design, sealable
g K6, KC6 :LT6-B : GJL1201906R0001 10 :0.015

CA6-11K-F

RV-BC6/250
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B6, B7, BC6, BC7, TBC7 3- and 4-pole mini contactors
VB6, VB7, VBC6, VBC7 3- and 4-pole mini reversing contactors
Technical data

Main pole - Utilization characteristics according to IEC

Contactor types AC operated B6, VB6, VB6A } ‘ B7, VB7, VB7A
DC operated |
tageUEmEX.

Conventional free-air thermal current L | Screw terminal typés: 20A
acc. to IEC 60947-4-1, open contactors, 6 < 40 °C, Flat pin types: 20 A
with conductor cross-sectionalarea ] Soldering Pin tyPes: 12 A
AC-1 Utilization category for air temperature close to contactor 6 < 40 °C

I,/ Rated operational current AC-1 220-230-240V | Screw terminal types: 20 A

U, max < 690V, 50/60 Hz Flat pin types: 20 A

Soldering pin types: 12 A
380-400 V | Screw terminal types: 20 A
Flat pin types: 20 A
Soldering pin types: 12 A
440V | Screw terminal types: 20 A
Flat pin types: 20 A
Soldering pin types: 12 A

500V |12A
........................................................................................................................................................... 60V |6 A . . .
AC-1 Utilization category for air temperature close to contactor 8 < 55 °C
I,/ Rated operational current AC-1 220-230-240 V | Screw terminal types: 16 A
U <690V, 50/60 Hz Flat pin types: 16 A

emax =

Soldering pin types: 12 A
380-400 V | Screw terminal types: 16 A
Flat pin types: 16 A
Soldering pin types: 12 A
440V | Screw terminal types: 16 A
Flat pin types: 16 A
Soldering pin types: 12 A

500V | 12 A
........................................................................................................................................................... 690V |6 A
AC-3 Utilization category for air temperature close to contactor 6 < 55 °C
|, / Rated operational current AC-3 220/230/240V 189/8.5/8.1A
ppase s 380/400V |8.9/8.5A

440V | 7.4 A
500V | 6.8 A

‘‘‘‘‘‘‘‘‘‘‘ V]38A
Rated operational power AC-3 2.2 kW
ot 380-400V | 4 kW
3-phase motars 440V 4'kW

500 V

DC-1 Utilization category for air temperature close to contactor 6 < 55 °C
I,/ Rated operational current DC-1

DC-3 Utilization category for air temperature close to contactor 6 < 55 °C
|,/ Rated operational current DC-3

DC-5 Utilization category for air temperature close to contactor 6 < 55 °C
|,/ Rated operational current DC-5

Short-circuit protection device for contactors
without thermal O/L relay - motor protection excluded
U_< 500V AC - fuse type gG Type 1: 25 A/ Type 2: 25 A

Jutl- e e 0SS s .50 SOOI USRPON DOt A -

Rated short-time withstand current | ,,,
at i in fr

AC-1 | 300 cyoles:/h
AC-3 | 600 cycles/h
DC-1,DC-3, DC-5 | 600 cycles/h

2CDC102043C0201
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B6, B7, BC6, BC7, TBC7 3- and 4-pole mini contactors
VB6, VB7, VBC6, VBC7 3- and 4-pole mini reversing contactors

Technical data

Main pole - Utilization characteristics according to UL/NEMA/CSA

Contactor types

UL/CSA maximum 1-phase motor rating
Full load current

UL/CSA maximum 3-phase motor rating
Full load current

without thermal overload relay - motor protection excluded

£

Maximum electrical switching frequency
For resitive loads AC-1

For motor loads AC-3

‘‘‘‘‘‘‘‘‘ AC operated | B6, VB6, VB6A B7, VB7, VB7A
DC operated : BC6, VBC6, VBCBA BC7, TBC7, VBC7, VBC7A
UL 508, CSA C22.2 N°14
600 V
12 A/ 300V ‘16 A/ 600V
‘‘‘‘‘‘‘‘‘ 120VAC :5.8 A 13.8 A
240VAC i 4.9 A 10.0 A
‘‘‘‘‘‘‘‘‘ 120 VAC :0.25 hp 0.75 hp
240VAC : 0.5 hp 1.5 hp
‘‘‘‘‘‘‘ 200/208VAC 4.8/ 4.6 A 17.8/10.6A
......... 220-240VAC (6.8 A 96 A
440-480 VAC i 4.8 A 7.6 A
""""" 550-600 VAC : 1.7 A 6.1A
200/208VAC : 1 hp 2/3hp
~ 220-240VAC 2hp 3hp
440-480 VAC : 3 hp 5 hp
""""" 550-600 VAC : 1 hp 5hp
300 V perpole i 8 A i8A
300Vperpole§6A §6A
300 V per pole : 8.4 A §8.4A
600V : 40 A
600V : Class J

300 cycles/h

600 cycles/h

1 For the corresponding kW/A or hp/A values of 1500 r.p.m, 50 Hz or 1800 r.p.m, 60 Hz, 3-phase motors, see "Motor rated operational powers and currents".

General technical data

Contactor types

Rated insulation voltage U,
acc. to IEC 60947-4-1

Operation

AC operated

B6, VB6, VB6A

B7, VB7, VB7A

DC operated

BC6, VBCG6, VBC6A

BC7, TBC7, VBC7, VBC7A

690 V

600 V

6 kV

Fitted with thermal overload relay

:-25...+50 °C

Without thermal overload relay

acc. to IEC/EN 60947-1 Annex. Q

{05 ... 455 °C

.40 ... +80 °C

¢ Acc. to IEC 60947-1 Annex Q

2000 m

107 operating cycles

Half-sine

16g/11ms

Category E

Sinusoidal

5g/3..150 Hz

Category E
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B6, B7, BC6, BC7, TBC7 3- and 4-pole mini contactors
VB6, VB7, VBC6, VBC7 3- and 4-pole mini reversing contactors
Technical data

Magnet system characteristics for B6, B7 contactors

Contactortypes AC operated _ BG, VB6 | B7,VB7
Coil operating limits acc. to IEC 60947-4-1 AC supply :0.85 ... 1.1 x U,
AC control voltage

Rated control circuit voltage U, See ordering tables

Coil consumption Average pull-in value i35VA/35W
...................................................................................................... Average holding value  35VA/35W
Drop-out voltage 10.20...0.75 % of U

Magnet system characteristics for BC6, BC7 contactors

DC operated : BC6, VBC6 { BC7, VBC7
DC supply :0.85... 1.1 x U_

AC control voltage

Rated control circuit voltage U, See ordering tables
Coil consumption " Average pull-in value i3.5VA/35W
...................................................................................................... Average holding value 35VA/35W
Drop-out voltage in % of U_ 10.10...0.75 x U,
' Interface mini-contactors: see coil consumption on ordering details pages
Magnet system characteristics for TBC7 contactors
Contactor types DC operated : TBC7
DC supply : Wide range voltage supply see ordering tables, U, ... U_
See ordering tables
Average pull-in value i5VA/5W
Average holding value SVA/5W
i=0.20%of U
Mounting characteristics and conditions for use
Contactor types AC operated : B6, VB6, VB6A B7,VB7, VB7A
............................................. DC operated : BC6, VBC6, VBCEA BC7, TBC7, VBC7, VBCTA

Mounting positions Pos. 2
T o m
i v

i

Pos. 5 Pos. 6

Pos. 1+ 30°

The contactors can be assembled side by side

On rail acc. to IEC 60715, EN 60715 35x7.5mmor35x 15 mm

By screws (not supplied) 2 x M4 screws placed diagonally

2CDC102043C0201
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B6, B7, BC6, BC7, TBC7 3- and 4-pole mini contactors
VB6, VB7, VBC6, VBC7 3- and 4-pole mini reversing contactors
Technical data

Auxiliary contacts for front mounting, side mounting and built-in according to IEC

CAG6, CAF6, built-in auxiliary contacts

IEC/EN 60947-1, IEC/EN 60947-4-1

....... 690 V
....... DC or 50/ 60 Hz
....... 6 A

|,/ Rated operational current AC-15 24V 50/60 Hz : 4 A

acc. to IEC 60947-5-1 110-120 V 50/60 Hz : 4 A

220-230-240 V 50/60 Hz : 4 A

380-400 V 50/60 Hz : 3 A

440V 50/60 Hz : 3 A

|,/ Rated operational current DC-13 24VDC i25A
acc. to IEC 60947-5-1 110VDC :0.7 A
e 220-240VDC : 0.4 A
S cuit protection device 6 A, Type gG
Minimum switching capacity with failure rate acc. to IEC 60947-5-4 17V /5 mA

Maximum electrical switching frequency AC-15 : 600 cycles/h

DC-13 i 600 cycles/h

Auxiliary contacts for front mounting, side mounting and built-in according to UL/CSA

Typg§ ............... CAG6, CAF6, built-in auxiliary contacts
Max. operational voltage 600 V AC
Pilotduty AB00

AC thermal rated current 5A

Accessories for mini contactors

MO132

RV-BC6

CAF6

CAs RV-BC6
RV-BC6

2CDC212018F0011

RV-BC6
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B6, B7, BC6, BC7, TBC7 3

- and 4-pole mini contactors

VB6, VB7, VBC6, VBC7 3- and 4-pole mini reversing contactors

Technical data

Connection characteristics

Contactor types AC operated

B6, VB6, VB6A B7, VB7, VB7A

DC operated

BC6, VBC6, VBC6A BC7, TBC7, VBC7, VBC7A

D

Screw terminals with cable clamp

Connection capacity
Main conductors (poles)

e Rigid: solid Tor2x:1..4mm?
ET=3 Flexible without ferrule Tor2x:i1..2.5mm?2
Connection capacity acc. to UL/CSA Tor2x: AWG 22 ... 10
Stripping length 9 mm

0.8...1.1Nm/7 Ib.in

Connection capacity - auxiliary conductors
(built-in auxiliary terminals + coil terminals)

ST Rigid: solid Tor2x:1..4mm?

=3 Flexible without ferrule Tor2x:1..25mm?2

Connection capacity acc. to UL/CSA 1or2x: AWG 22 ... 10

Stripping length 9 mm

Tightening torques

Coil terminals . 0.8..1.1Nm/7lb.in

................. Built-in auxiliary terminals 0.8..1.1Nm/7lb.in
Degree of protection
acc. to IEC 60947-1 / EN 60947-1 and IEC 60529 / EN 60529

Main terminals IP20

Coil terminals IP20

Built-in auxiliary terminals P20

(Delivered in open position, screws of unused terminals must be tightened)

i M3

Screwdriver type

“Flat @ 5.5 mm / Pozidriv 1

I Soldering pin connection acc. to DIN 40801: 0.8 x 1 mm / 0.8 x 2.54 mm
Flat pin connection acc. to DIN 46248: 1 x 6.3 mm /1 x 2.8 mm

ABB | 3/45
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K6, KC6, TKC6 4-pole mini contactor relays
Technical data

Main pole - Utilization characteristics according to IEC

Contactor types AC operated | K

I,/ Rated operational current AC-15

acc. to IEC 60947-5-1

|,/ Rated operational current DC-13

acc. to IEC 60947-5-1

Maximum electrical switching frequency

DC-13 | 600 cycles/h

Main pole - Utilization characteristics according to UL/NEMA/CSA

Contactortypes AC operated | K6

. DC operated | KC6, TKC6 .
Standards . . UL 508, CSA C22.2 No14
Maximum operational voltage . . 600V AC
Pilot duty AB00
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K6, KC6, TKC6 4-pole mini
Technical data

General technical data

contactor relays

Contactor relay types | AC operated | K6
...................................................................... DC operated | KC6, TKCE
Rated insulation voltage U,
acc. to IEC 60947-5-1 690 Vv
600 V
B kV

Operation in free air

Storage

-25 ... +565 °C

-40 ... +80 °C

Acc. to IEC 60068-2-30

2000 m

107 operating cycles

Half-sine

159/ 11ms

Category E

Resistance to vibrations

Sinusoidal

acc. IEC 60068-2-27 and EN 60068-2-27

59/3..150 Hz

acc. to IEC/EN 60947-1 Annex. Q

Category E

Magnet system characteristics for K6 contactor relays

Contactorrelay types .. ACoperated | KB e e
Coil operating limits acc. to IEC 60947-4-1 ACsupply | 0.85 .. 1.1 X U
AC control voltage
Coil consumption  Average pull-in value 35VA/35wW
Average holding value 3.5VA/35W

Drop-out voltage in % of U_ min.

Approx. 20 ... 75%

Magnet system characteristics for KC6, TKC6 contactor relays

DC operated KC6 TKC6 . .
DC supply 0.85..1.1x Ue Sg;e orderi'rjg detail§
DC control voltage :
Coil consumption  Average pull-in value 3.5VA/3.5W SVA/5W
. Average hoIding value S5VA/3.5W SVA/SW
Drop-out voltage in % of U_ min. 10...75% 10..75%
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K6, KC6, TKC6 4-pole mini contactor relays
Technical data

Mounting characteristics and conditions for use

Contactortypes ACOPEIAEA | KB e e
.................................................................................................................... DC operated | KC6, TKCG . . . . . . .
Mounting positions Pos. 2
W
v
Pos. 5 Pos. 6

By screws (not supplied) 2 x M4 screws placed diagonaly
Connecting characteristics
Contactor relay types ACoperated | KB
.................................... DC operated | KC6, TKCG
Main terminals " %%
................................. Screw terminals with cable clamp
Connection capacity

Main conductors (poles)

Emm  Rigid: solid lor2x|1..4mm2

=3 _Flexible without ferrule 1 Or 2 X | 1. 2 O MM

Connection apacity acc. to UL/CSA 1or2x | AWG 22 ... 10

Stripping length 9 mm e
... Tightening torques 08 e L N N
Degree of protection
acc. to IEC 60947-1/ EN 60947-1 and IEC 60529 / EN 60529
. 1P20 . e
Screw terminals (Delivered in open position, screws of unused terminals must be tightened)
o Nl terminals M3 e
Screwdriver type Flat @ 5.5 / Pozidriv 1

" Soldering pin connection acc. to DIN 40801: 0.8 x 1 mm / 0.8 x 2.54 mm
Flat pin connection acc. to DIN 46248: 1 x 6.3 mm /1 x 2.8 mm
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Mini contactors
Location of the connection terminals and terminal designation

Mini contactors

1 3 5 7 Al 1 3 5 13 Al 1 3 5 21 Al
2 46 8 A2| & 2 4 6 14 A2| 3 2 4 622 A2 3
B6(7)-40-00 ... B6(7)-30-10 ... B6(7)-30-01 ...
BC6(7)-40-00 ... BC6(7)-30-10 ... BC6(7)-30-01 ...
1 3 R5 R7 Al 1 3 5 R7 Al
2 4 R6 R8 A2 ¢ 2 4 6 R8 A2| &
B6(7)-22-00 ... B6(7)-31-00 ...
BC6(7)-22-00 ... BC6(7)-31-00 ...
Compact reversing Al 211 3 5 1 3 5 21 Al Al 13 1 3 5 1 3 5 13 Af
contactors
A2 22 2 4 6 24622A2§ A2 14 2 4 6 ||2 4 6 14 A2
VB6(7)-30-01 ... VB6(7)-30-10 ...
VBCH6(7)-30-01 ... VBC6(7)-30-10 ..
Mini contactor relays 13 23 33 43 A1 13 33 43 21 Al 13 43 21 31 Al
14 24 34 44 A2 | B 14 34 44 22 A2 | & 1444 2232 A2| B
K6-40E ... K6-31Z ... K6-22Z ...
KC6-40E ... KC6-31Z ... KC6-22Z ...
Auxiliary switches CAG... CAF...
cre-11E [ T35 7| B(O)B(7)-40-00 g B(C)6(7)-40-00 |1 3 ° 7 w0 [e] [FEL] 1=cAFe-11E 3
CAB-11E-F oy ] B(C)B(7)-40-00-F = CAF6 \\ 7? 2 = CAF6-20E &
CA6-11E-P |,, & 2 468 | B(CH(7)-40-00-P § P el | alal | |el2l | 3 = CAFB-02E §
8 1 2 3 (ﬁ)

- o o
cas-1im - [, TS5 © | Bo)e(7)-30-10 3 B(C)6(7)-30-10 [ 3 5 18 IR 1=CAF6-11M 2
CAB-1IME | |web [] BOB()-30-10F & H owe 7 \) W 2=cAFe20M B
CAB-1IM-P |, |, 4 ¢ 1a | BIOBM-B0-10-P & 246 o) ] 2] s-care-oeM g
8 1 2 3 8

& Q

- o o

CAe-11N [P 5 T8 5 2 B(0)8(7)-30-01 3 B(C)s(7)-30-01 |' 2 5 21 A=l [o=] [FEl] 1=cAFe11N 2
CA6-11N-F wep ] B(C)6(7)-30-01-F & CAF6 \ 7 \ \ LN 2-CAF6-20N =
g :1 =

CAB-11N-P |, % 2 46 2 | BOBE-30-01-P & 2 46 2 ] b)) 3=CAFe-02N 5
Lin e = 2 =22 | 3] 1 2 3 1S}

a [s)

Q Q

[b3 40E S K(C)6 40E g

CAB-11K o K(C) ..... 5 C)6 ..... o] o1 53| so| s1[s1 1 = CAFB6-11K S
CA6-11K-F | |wmb [T] o12 K(C)6 ... -F : sz ? \ \ ? 2-CAF6-20k &
s s

CAB-11K-P |5, & 2z K(C)B ...-P S 2z B e aa A
(o] 1 2 3 o

2 =)

g g
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Contact us

ABB STOTZ-KONTAKT GmbH
Eppelheimer Stral3e 82

69123 Heidelberg, Germany
Phone: +49 (0) 6221 701-0
Fax: +49 (0) 6221 701-1325
E-Mail: info.desto@de.abb.com

www.abb.com

You can find the address of your local sales organization
on the ABB home page
http://www.abb.com/contacts -> Low-voltage products

Note:

We reserve the right to make technical changes or
modify the contents of this document without prior
notice. With regard to purchase orders, the agreed
particulars shall prevail. ABB AG does not accept
any responsibility whatsoever for potential errors or
possible lack of information in this document.

We reserve all rights in this document and in the
subject matter and illustrations contained therein.
Any reproduction, disclosure to third parties or
utilization of its contents — in whole or in parts —is
forbidden without prior written consent of ABB AG.

Copyright © 2015 ABB
All rights reserved
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