PMA fire barrier solution with wall transit
30mm Roxtec compact Modules with PMA combinations

The first Fire barrier solution
consists of a 30mm PMA fire
barrier adapter designed to be

used in Roxtec compact modules

installed in versions of Roxtec

compact frames, achieving an E30

rating according to EN 45545-3.

Roxtec-Modul
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with metal thread are possible!

marking ring
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Roxtec Compact Modules 30mm

PMA combinations

NVAV-M638-14
NVNZ-M638S/Px
NVNZ-M638S-14

NVAV-MB38GT-14
NVNZ-M638GT/Px
NVNZ-M638GT-14

NKNZ-M638/Px
NKNZ-M638S-14

£
T T T o
cM 30 i cM40 : cM60 : cM80 g Fitting and Conduit *
(210 -26mm) & (@21,5- (028 -54mm)  : (@48 - 71mm) :°, PMAFIX IP68 : PMAFIX IP68GT ¢ Conduit : PMAFIX Pro ¢ Conduit
: 34,5mm)
MI20MI20M-30 NVNV-M202-10 NVNV-M202GT-10 VAMT-128 NKNH-M202-10 PCST-12B
@ 22,5mm) NVWV-M202-10 NVWV-M202GT-10 VAMLT-12B NKBH-M202-10 PCSLT-128
NVNZ-M2025/Px NVNZ-M202GT/Px NKAH-M202-10
NVNZ-M2025-10 NVNZ-M202GT-10 NKNZ-M202/Px
NKNZ-M2025-10
MI25MI25M-30 NVNV-M257-11 NVNV-M257GT-11 VAMG-178 NKNH-M257-11 PCSG-17B
@ 27,5mm) NVBV-M257-11 NVBV-M257GT-11 VAMLG-17B NKBH-M257-11 PCSLG-17B
NVAV-M257-11 NVAV-M257GT-11 NKAH-M257-11
NVNZ-M2575/Px NVNZ-M257GT/Px NKNZ-M257/Px
NVNZ-M2578-11 NVNZ-M257GT-11 NKNZ-M257S-11
MIB2MI32M-30 NVNV-M323-13 NVNV-M323GT-13 VAMG-23B NKNH-M323-13 PCSG-23B
8 (@ 34,5mm) NVBV-M323-13 NVBV-M323GT-13 VAMLG-238 NKBH-M323-13 PCSLG-23B
2 NVAV-M323-13 NVAV-M323GT-13 NKAH-M323-13
§ NVNZ-M323S/Px NVNZ-M323GT/Px NKNZ-M323/Px
g NVNZ-M3235-13 NVNZ-M323GT-13 NKNZ-M323S-13
2 : MI40MI40M-30 NVNV-M409-13 NVNV-M409GT-13 VAMG-298 NKNH-M409-13 PCSG-298
fg : @ 42,5mm) NVBV-M409-13 NVBV-M409GT-13 VAMLG-29B NKBH-M409-13 PCSLG-29B
g NVAV-M409-13 NVAV-M409GT-13 NKAH-M409-13
::F NVNZ-M409S/Px NVNZ-M409GT/Px NKNZ-M409/Px
z NVNZ-M409S-13 NVNZ-M409GT-13 NKNZ-M409S-13
. MISOMISOM-30 NVNV-M506-14 NVNV-M506GT-14 VAMG-368 NKNH-M506-14 PCSG-36B
: (@ 53mm) NVBV-M506-14 NVBV-M506GT-14 VAMLG-368 NKBH-M506-14 PCSLG-36B
: NVAV-M506-14 NVAV-M50BGT-14 NKAH-M506-14
: NVNZ-M5065/Px NVNZ-M506GT/Px NKNZ-M506/Px
: NVNZ-M506S-14 NVNZ-M506GT-14 NKNZ-M506S-14
. MIB3MIB3M-30 NVNV-MB38-14 NVNV-MB38GT-14 VAMG-488 NKNH-M638-14 PCSG-48B
(@ 66mm) NVBV-M638-14 NVBV-M638GT-14 VAMLG-48B NKBH-MB38-14 PCSLG-48B
NVWV-MB38-14 NVWV-MB38GT-14 NKAH-M638-14
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PMA fire barrier solution with wall transit

60mm Roxtec compact Modules with PMA combinations

The second Fire barrier solution

consists of a 60mm PMA fire

barrier adapter designed to be
used in Roxtec regular modules,
installed in Roxtec S-, SF- and G
frames or in customized frames,
achieving an E60 rating according

to EN 45545-3.

PMA conduit NW23

Roxtec-Modul

MI32MI32M-30
brass, nickel plated

NKNH-M323-13

All PMAFIX- and PMAFIX Pro-Fittings

with metal thread are possible!

ca.5 width: 60
Seal: O-Ring
[ ] ]
@34.5

marking ring

(assembling aid)

PMA conduit NW23

Roxtec Regular Modules 60mm

PMA combinations

3
: 2
: RM30 { RM 40 : RM 60 S RM80 : RM90 § Fitting and Conduit *
: (@10- £ (921,5- (028 - 54mm) . (@48 - (248 - < PMAFIX IP68 PMAFIX IP68GT  : Conduit PMAFIX Pro Conduit
: 25mm) i 34,5mm) 71mm) 71mm) ©
* MI20MI20M-60 NVNV-M202-10 NVNV-M202GT-10 | VAMT-12B NKNH-M202-10 | PCST-12B
* (@ 22,5mm) NVWV-M202-10 § NVWW-M202GT-10 | VAMLT-12B NKBH-M202-10 | PCSLT-128
: NVNZ-M202S/Px i NVNZ-M202GT/Px NKAH-M202-10
NVNZ-M202S-10 i NVNZ-M202GT-10 NKNZ-M202/Px
NKNZ-M202S-10
MI- NVNV-M257-11 NVNV-M257GT-11 | VAMG-17B NKNH-M257-11 PCSG-17B
5MI25M-60 NVBV-M257-11 NVBV-M257GT-11 | VAMLG-17B NKBH-M257-11 PCSLG-17B
(@ 27,5mm) NVAV-M257-11 NVAV-M257GT-11 NKAH-M257-11
NVNZ-M257S/Px | NVNZ-M257GT/Px NKNZ-M257/Px
NVNZ-M257S-11 i NVNZ-M257GT-11 NKNZ-M257S-11
MI32MI32M-60 NVNV-M323-13 NVNV-M323GT-13 | VAMG-238 NKNH-M323-13 | PCSG-23B
g (@ 34,5mm) NVBV-M323-13 NVBV-M323GT-13 | VAMLG-23B NKBH-M323-13 | PCSLG-23B
% NVAV-M323-13 NVAV-M323GT-13 NKAH-M323-13
s #NVNZ-M323S/Px | NVNZ-M323GT/Px NKNZ-M323/Px
z NVNZ-M323S-13 | NVNZ-M323GT-13 NKNZ-M323S-13
S MIOMI40M-60 NVNV-M409-13 NVNV-M409GT-13 | VAMG-29B NKNH-M409-13 | PCSG-29B
2 (@ 42,5mm) NVBV-M409-13 NVBV-M409GT-13 | VAMLG-29B NKBH-M409-13 | PCSLG-29B
§ NVAV-MA409-13 NVAV-M409GT-13 NKAH-M409-13
D NVNZ-M409S/Px  : NVNZ-M409GT/Px NKNZ-M409/Px
z NVNZ-M409S-13 | NVNZ-M409GT-13 NKNZ-M409S-13
MISOMISOM-60 NVNV-M506-14 NVNV-M506GT-14 | VAMG-368 NKNH-M506-14 | PCSG-36B
(@ 53mm) NVBV-M506-14 NVBV-M506GT-14 | VAMLG-36B NKBH-M506-14 | PCSLG-36B
NVAV-M506-14 NVAV-M506GT-14 NKAH-M506-14
NVNZ-M506S/Px | NVNZ-M506GT/Px NKNZ-M506/Px
NVNZ-M506S-14 | NVNZ-M506GT-14 NKNZ-M506S-14
MIB3MIB3M-60 NVNV-M638-14 NVNV-MB38GT-14 : VAMG-48B NKNH-M638-14  ; PCSG-48B
(@ 66mm) NVBV-M638-14 NVBV-M638GT-14 | VAMLG-48B NKBH-MB38-14 | PCSLG-48B

NVWV-M638-14
NVAV-M638-14
NVNZ-M638S/Px
NVNZ-M638S-14

NVWV-M638GT-14
NVAV-M638GT-14

NVNZ-M638GT/Px
NVNZ-M638GT-14

NKAH-M638-14
NKNZ-M638/Px
NKNZ-M638S-14
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