
Product technical datasheet
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HDS264W-15047

530 VAC

Component Specification

Brake Optional

Feedback
Heidenhain Endat 2.1 Single-turn

Other options available

Seal Optional

HDS264 water-cooled PM synchronous servo motor

All data might be updated due to product optimization, please contact ABB for the latest version.

Configuration Value

Enclosure Water-cooled

Mounting IM B35

IP Class IP65

Winding protection KTY-84

Ambient temp. (°C) -15 ~ +40

Insulation class Class F

Shaft Round with keyway / smooth

Dimension

Spec Value

Flange (mm) 264

Shaft height (mm) 132

Input voltage (V) AC530/DC750

Rated power P (kw) 47.1

Rated torque TN (Nm) 150

Cont. stall torque T0 (Nm) 180

Peak torque Tp (Nm) 340

Rated speed nN (rpm) 3000

Max. speed nMAX (rpm) 4500

Rated current IN (A) 91

Cont. stall current I0 (A) 109

Peak current Ip (A) 215

Line resistance RL 20°C (Ohm) 0.093

Line inductance LL (mH) 1.2

Torque constant Kt (Nm/A) 1.68

*Inertia (kg·cm2) 403

*Weight (kg) 82

* Excluding brake

Motor type：HDS264W-15047

Torque-Speed curve
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HDS264W-25580

530 VAC

Component Specification

Brake Optional

Feedback
Heidenhain Endat 2.1 Single-turn

Other options available

Seal Optional

HDS-264 water-cooled PM synchronous servo motor

All data might be updated due to product optimization, please contact ABB for the latest version.

Configuration Value

Enclosure Water-cooled

Mounting IM B35

IP Class IP65

Winding protection KTY-84

Ambient temp. (°C) -15 ~ +40

Insulation class Class F

Shaft Round with keyway / smooth

Dimension

Spec Value

Flange (mm) 264

Shaft height (mm) 132

Input voltage (V) AC530/DC750

Rated power P (kw) 80.1

Rated torque TN (Nm) 255

Cont. stall torque T0 (Nm) 305

Peak torque Tp (Nm) 555

Rated speed nN (rpm) 3000

Max. speed nMAX (rpm) 4500

Cont. stall current I0 (A) 170

Peak current Ip (A) 365

Line resistance RL 20°C (Ohm) 0.0357

Line inductance LL (mH) 0.55

Torque constant Kt (Nm/A) 1.78

*Inertia (kg·cm2) 736

*Weight (kg) 120

* Excluding brake

Motor type：HDS264W-25580

Torque-Speed curve
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