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Barriers 68838  or shrouds
must be used on OT600U_
to maintain 1˝ clearance,
if lugs are wider than 39 mm (1,54 in)

Type for package of 6 barriers is
OTB 800/6.
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Minimum enclosure size or equivalent volume Current     Height     Width     Depth
575 A       610          508        254
600 A       600          700        300
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100 mm 4 in
1
100 mm 4 in
1/0
125 mm 5 in
2/0
150 mm 6 in
3/0-4/0
175 mm 7 in
250
200 mm 8 in

300
250 mm 10 in
350
300 mm 12 in
400
330 mm 13 in
500
356 mm 14 in
600
381 mm 15 in

C
Cable size AWG/MCM

CLICK !

Note: Use protection against 
direct contact.  For example:
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OT600-800 OTV_ OTB

Clearances per UL98
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1,2 Nm
11 lb.in.
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TORX T20
2.2 Nm
19,5 Ib.in
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E01 / U01 E02 / U02 E03 / U03 E04 / U04
mm / in mm / in mm / in mm / in

A 136 / 5,35 201 / 7,91 266 / 10,47 331 / 13,03
A1 112 / 4,41 177 / 6,97 242 / 9,53 307 / 12,09
B1 130 / 5,12 195 / 7,68 260 / 10,24 325 / 12,80
C1 148 / 5,83 213 / 8,39 278 / 10,95 343 / 13,50
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OT600-800

ABB Oy
Low Voltage Products
P.O. Box 622
FIN-65101 Vaasa, Finland

Telephone +358-10 224 000
Telefax +358-10 224 5708
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Main contact

Test contact (NO)

Test indication contact (NO)

Test contact (NC)

Test indication contact (NC)
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Handle:  OH_125  12_J
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4Nm 35lb.in.
Torx 20

min. 94mm
Ø8mm 0,32in
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