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—
Fire rated enclosed switch-disconnectors
The answer to your fire safety needs

Fire rated enclosed switch-disconnectors maintain the power supply to fans or other 
smoke extraction equipment in case of fire. Typical environments are tunnels, high-
rise buildings, parking spaces or commercial buildings.

Fire rated switch-disconnectors maintain the 
power to the essential equipments such as smoke
extraction or ventilation fans to facilitate safe
evacuation of buildings, car parks, constructions
or other public areas in case of fire. These 
switch-disconnectors are generally installed 
near the extraction fan for isolation of 
power supply and have been tested in
conjunction with fan equipment to meet the
stringent thermal requirements of fire safety.

We offer fire rated enclosed switch-disconnectors
from 20 A to 800 A, available in 2-, 3-, 4- 
and 6-pole versions, in IP65 aluminium 
or steel sheet enclosures. All
the switches are supplied with padlockable
handles. Depending of version they can be
padlocked in both OFF- and ON-position. The
F200, F300 and F400 series are EMC compatible 
when equipped with EMC-cabling accessories. 

Our fire rated enclosed switch-disconnectors
have been tested by a third-party laboratory
according to the standard EN 12101-3. According
to this standard, the switch should lead current
after the test, but the switch does not have to be
operated. We offer three different classes of
fire rated enclosed switch-disconnectors: 

 - F200 
200⁰C in 120 min

 - F300 
300⁰C in 120 min, in order to also 
cover F200 applications

 - F400 
400⁰C in 120 min
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Tunnels in Europe which are
longer than 500 m must use
f ire rated produc ts as par t  of
the smoke ex trac t ion system
according to regulator y 
direc t ives.
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—
Fire rated enclosed switch-disconnectors
The answer to your fire safety needs

Public safety is a priority for ABB. With the new fire rated enclosed switch-
disconnectors, we provide a solution to meet all the thermal requirements to keep 
public areas smoke-free, facilitating a safe evacuation in case of fire. They are ideal 
for the ventilation or smoke extraction system to keep the air smoke free. 

Reliable in extreme conditions
Designed to perform
The material has been specially designed for installations where the power supply must be 
maintained even at high temperatures. To ensure a safe and reliable operation in abnormally hot 
environments, our switches have been tested according to the standard EN 12101-3. 

The enclosed switch-disconnectors have been designed to maintain the power supply at the 
temperatures and for the periods of time below:

 – F200:  
200⁰C in 120 min

 – F300:  
300⁰C in 60 min (tested for 120 min)

 – F400:  
400⁰C in 120 min 

As the F300 test was made for 120 min it also covers the F200 requirement.

Safety and protection
Public safety first
Our rated enclosed switch-disconnectors maintain the power and provide isolation to essential 
smoke extraction and ventilation equipment. Padlocking is possible in OFF- or ON/OFF-positions 
depending on the version. 
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Fire rated enclosed switch-disconnectors
Product features

The F200, F300 and F400 series are 
all EMC compatible when equipped
with EMC cabling accessories.

All the switches are supplied 
with padlockable handles. 
Depending on the version, 
they can be padlocked in
both OFF- and ON-position. 

20 A to 800 A, available in 2-, 3-, 
4- and 6-pole versions in IP65
aluminium or steel sheet enclosures.

Auxiliary contacts are included in 
the F200 series and depending on 
the version, also in F400 series.
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Enclosed switch-disconnectors, types OKA and OKL class F200 and F300. 

Technical data according to IEC60529 and IEC 60947-3

Type/size OKA20_ OKA40_ OK_63_ OKA80_ OKL100_ OKL125_F2_ OKL125_F3_

Rated insulation voltage V 750 750 750 750 750 750 750 

Rated thermal current and rated 
operational current AC20/DC20

40ºC A 20 40 63 80 100 125 125 

60ºC A 16 32 50 63 75 100 100 

Rated operational current, AC-21A 
and AC-22A

415 V A 20 40 63 80 100 125 125 

up to 500V A 20 40 63 80 100 125 125 

690V A 20 40 63 80 100 125 125 

Rated operational current, AC-23A 415 V A 20 23 63 75 80 90 125

500V A 20 23 45 58 60 70 125 

690V A 12 12 20 20 40 50 125 

Rated conditional short-circuit 
current r.m.s and corresponding 
cut-off current of the fuse in single-
phase test according to IEC60269

50kA, 415V kA 7 7 k 13 13 17 18 24 

Fuse size: gG/aM A 40/32 40/32 100/80 100/80 125/125 125/100 200/250 

50kA, 690V kA 4 4 11 11 10 12 24

Fuse size: gG/aM A 25/16 25/16 80/63 80/63 63/63 125/100 200/250 

Rated frequency Hz 50/60 50/60 50/60 50/60 50/60 50/60 50/60

Cu-wire size suitable for terminal. 
Terminal bolt size

mm2 0.75-10 0.75-10 1.5-25 1.5-25 10-70 10-70 M8x25

Used switch type OT40_ OT40_ OT63_ OT80_ OT100_ OT125F_ OT160EV_

—
Technical data

Type/size OKL160_ OKL200_ OKL250_ OKL315_ OKL400_ OKL570_ OKL720_

Rated insulation voltage V 1000 1000 1000 1000 1000 1000 1000 

Rated thermal current and rated 
operational current AC20/DC20

40ºC A 160 200 250 315 400 570 720 

60ºC A 125 200 250 315 320 460 580 

Rated operational current, AC-21A 
and AC-22A

up to 415 V A 160 200 250 315 400 570 720

up to 500V A 160 200 250 315 400 570 720 

690V A 160 200 250 315 400 570 720 

Rated operational current, AC-23A up to 415V A 160 200 250 315 400 570 720 

440V A 160 200 250 315 400 570 720 

500V A 160 200 250 315 400 570 720 

690V A 160 200 250 315 400 570 720 

Rated conditional short-circuit 
current r.m.s and corresponding cut-
off current of the fuse in sing-
le-phase test according to IEC60269

100kA, 500V kA 24 40.5 40.5 59 59 90 90

Fuse size: 
gG/aM

A 200/250 355/315 335/315 500/500 500/500 800/1000 800/1000 

50kA, 690V kA 24 35 35 51 51 72 72 

Fuse size: 
gG/aM

A 200/250 355/315 355/315 500/500 500/500 800/1000 800/1000 

Rated frequency Hz 50/60 50/60 50/60 50/60 50/60 50/60 50/60

Terminal bolt size mm M8x25 M8x25 M8x25 M10x30 M10x30 M12x40 M12x40

Used switch type OT160EV_ OT200_ OT250_ OT315_ OT400_ OT630_ OT800_
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Enclosed switch-disconnectors, types OKA and OKL class F400. 
Technical data according to IEC60529 and IEC 60947-3

Type/size OKA20_F400 OKA25_F400 OKA32_F400 OKA40_F400
OKA63_F400 
OKL63_F400 OKL80_F400 OKL100_F400

Rated insulation voltage V 690 690 690 690 690 690 690

Rated thermal current and rated 
operational current AC20/DC20

40ºC A 20 25 32 40 60 80 125

60ºC A

Rated operational current, AC-21A 
and AC-22A

up to 415V A 20 25 32 40 60 80 125

690V A 20 25 32 40 33 - -

Rated operational current, AC-23A up to 415V A 20 25 32 40 60 80 100

690V A 20 25 32 40 33 - -

Rated operational power, AC-23A. 
3-, 4-, and 6-pole

up to 415V kW 9,5 11 15 18,5 30 40 55

690V kW 15 15 15 22 30 - -

Rated conditional short-circuit 
current r.m.s and corresponding 
cut-off current of the fuse in 
single-phase test according to 
IEC60269

50kA, 415V kA 50 50 50 50 50 50 50

Fuse size: gG A 20 32 32 40 63 150 150

40kA, 690V kA 40 40 40 40 50

Fuse size: gG A 20 32 32 40 63

Rated frequency Hz 50/60 50/60 50/60 50/60 50/60 50/60 50/60

Cu-wire size suitable for terminal.
Terminal bolt size

mm2 10 10 10 16 16

mm 10 10

Type/size OKL160_F400 OKL200_F400 OKL250_F400 OKL315_F400 OKL400_F400 OKL630_F400 OKL800_F400

Rated insulation voltage V 1000 1000 1000 1000 1000 1000 1000

Rated thermal current and rated 
operational current AC20/DC20

40ºC A 160 200 250 315 400 630 1250

60ºC A

Rated operational current, AC-21A 
and AC-22A

up to 415V A 160 200 250 315 400 630 800

690V A 160 200 250 315 400 630 -

Rated operational current, AC-23A up to 415V A 160 200 250 315 400 630 800

690V A 160 200 250 315 400 630 -

Rated operational power, AC-23A. 
3-, 4-, and 6-pole

up to 415V kW 90 110 132 175 200 315 500

690V kW 140 170 200 260 315 560 -

Rated conditional short-circuit 
current r.m.s and corresponding 
cut-off current of the fuse in 
single-phase test according to 
IEC60269

50kA, 415V kA 50 50 50 50 50 50 50

Fuse size: gG A 200 200 250 315 400 630 1000

40kA, 690V kA

Fuse size: gG A

Rated frequency Hz 50/60 50/60 50/60 50/60 50/60 50/60 50/60

Cu-wire size suitable for terminal.
Terminal bolt size

mm2

mm 10 10 10 10 10 12 12
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Ordering information
Fire rated enclosed switch-disconnectors, F200

—
OKL125N4YF2UU10

—
OKL200N4YF2UU10

—
OKA20 - OKA40

—
OKA63 - OKA80

—
OKL63 - OKL100

—
Aluminium enclosure, 3- and 4-pole, IP65, red handle
The delivery includes a red handle (I-O/ON-OFF), PE-terminal, threaded cable entries and auxiliary 
contacts. Grey enclosure. Handle padlockable in OFF-position, with knock outs for ON-position. The cover 
is interlocked. One NO auxiliary contact and safety switch sticker included. EMC approved.

Cable entries from top and bottom
Rated current and 
power

Cable openings
/side

Enclosure dimensions

Type Order number

Weight/
unit

AC-22A AC-23A
<415V <415V Height Width Depth
A kW/A mm mm mm kg
3-pole
20 9/20 2xM25+M20/ 

2xM25+M20
165 130 131 OKA20S3RF2 1SCA150645R1001 1.3

40 11/23 2xM32+M20/ 
2xM32+M20

165 130 131 OKA40S3RF2 1SCA150647R1001 1.3

63 30/63 2xM40/2xM40+M16 230 160 145 OKA63S3RF2 1SCA150649R1001 1.8
80 37/75 2xM40/2xM40+M16 230 160 145 OKA80S3RF2 1SCA150651R1001 1.8
4-pole
20 9/20 2xM25+M20/ 

2xM25+M20
165 130 131 OKA20S4RF2 1SCA150646R1001 1.3

40 11/23 2xM32+M20/ 
2xM32+M20

165 130 131 OKA40S4RF2 1SCA150648R1001 1.3

63 30/63 2xM40/2xM40+M16 230 160 145 OKA63S4RF2 1SCA150650R1001 1.8

80 37/75 2xM40/2xM40+M16 230 160 145 OKA80S4RF2 1SCA150652R1001 1.8

—
Steel sheet enclosure, 3-and 4-pole, IP65, red-yellow handle
The delivery includes a red handle (I-O/ON-OFF), PE-terminal and auxiliary contact. Grey enclosure.
Handle padlockable in OFF- and ON-position. The cover is interlocked, including defeatable interlock. 
One NO auxiliary contact and safety switch sticker included. EMC approved.

Cable entries from top and bottom
Rated current

Cable openings
/side

Enclosure dimensions

Type Order number

Weight/
unit

AC-22A AC-23A
<415V <415V Height Width Depth
A kW/A mm mm mm kg
3-pole
63 30/63 Blank/Blank 300 200 135 OKL63N3YF2 1SCA152253R1001 4.5
100 37/80 Blank/Blank 300 200 135 OKL100N3YF2 1SCA152255R1001 4.5
125 45/90 Blank/Blank* 400 250 180 OKL125N3YF2UU1N 1SCA152257R1001 17.8
160 88/160 Blank/Blank 600 400 230 OKL160N3YF2UU1N 1SCA152261R1001 17.8
200 110/200 Blank/Blank 600 400 230 OKL200N3YF2UU1N 1SCA152265R1001 17.8
4-pole
63 30/63 Blank/Blank 300 200 135 OKL63N4YF2 1SCA152254R1001 4.5
100 37/80 Blank/Blank 300 200 135 OKL100N4YF2 1SCA152256R1001 4.5
125 45/90 Blank/Blank* 400 250 180 OKL125N4YF2UU10 1SCA152259R1001 17.8
160 88/160 Blank/Blank 600 400 230 OKL160N4YF2UU10 1SCA152263R1001 17.8
200 110/200 Blank/Blank 600 400 230 OKL200N4YF2UU10 1SCA152267R1001 17.8
*)Include knock outs: 10mm, 12.5mm, 20.5mm, 25.5mm
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Ordering information
Fire rated enclosed switch-disconnectors, F300

—
OKL125N3YF3UU0N - 
OKL125N4YF3UU00

—
OKL400N4YF3UU00

—
OKL720N4YF3UU00

 
—
Steel sheet enclosure 3-and 4-pole, IP65, red-yellow handle
The delivery includes a red-yellow handle (I-O/ON-OFF) and PE-terminal. Grey enclosure.
Handle padlockable in OFF- and ON-position. The cover is interlocked, including defeatable interlock. 
EMC approved.

Cable entries from top and bottom
Rated current and 
power

Cable openings
/side

Enclosure dimensions

Type Order number

Weight/
unit

AC-22A AC-23A
<415V <415V Height Width Depth
A kW/A mm mm mm kg
3-pole
125 55/125 Blank/Blank 600 400 230 OKL125N3YF3UU0N 1SCA152258R1001 17.8
160 88/160 Blank/Blank 600 400 230 OKL160N3YF3UU0N 1SCA152262R1001 17.8
200 110/200 Blank/Blank 600 400 230 OKL200N3YF3UU0N 1SCA152266R1001 17.8
250 110/250 Blank/Blank 600 400 230 OKL250N3YF3UU0N 1SCA152269R1001 18.1
315 160/315 Blank/Blank 600 400 230 OKL315N3YF3UU0N 1SCA152271R1001 20.1
400 220/400 Blank/Blank 800 400 230 OKL400N3YF3UU0N 1SCA152273R1001 25.0
570 315/570 Blank/Blank 1000 400 230 OKL570N3YF3UU0N 1SCA152275R1001 34.0
720 400/720 Blank/Blank 1000 400 230 OKL720N3YF3UU0N 1SCA152277R1001 34.0
4-pole
125 55/125 Blank/Blank 600 400 230 OKL125N4YF3UU00 1SCA152260R1001 17.8
160 88/160 Blank/Blank 600 400 230 OKL160N4YF3UU00 1SCA152264R1001 17.8
200 110/200 Blank/Blank 600 400 230 OKL200N4YF3UU00 1SCA152268R1001 17.8
250 110/250 Blank/Blank 600 400 230 OKL250N4YF3UU00 1SCA152270R1001 18.1
315 160/315 Blank/Blank 600 400 230 OKL315N4YF3UU00 1SCA152272R1001 20.1
400 220/400 Blank/Blank 800 400 230 OKL400N4YF3UU00 1SCA152274R1001 25.0
570 315/570 Blank/Blank 1000 400 230 OKL570N4YF3UU00 1SCA152276R1001 34.0
720 400/720 Blank/Blank 1000 400 230 OKL720N4YF3UU00 1SCA152278R1001 34.0
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Ordering information
F400 fire rated enclosed switches

—
OKA40S2B0F400

—
OKA20S2B0F400

—
OKL63P2Y0F400

—
OKL80P2Y0F400

—
OKL100P2Y0F400

—
OKL160P3Y0F400

—
OKL315P3Y0F400

—
OKL630P3Y0F400

—
OKL800P3Y0F400

—
Aluminium and steel sheet enclosure, 2- and 3-pole, no neutral nor auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red 
enclosure. Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC 
approved. Cable entries from top and bottom. 

2-pole, no neutral terminal nor auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit230V Height Width Depth

kW/A mm mm mm kg

3.6/20 M20+M25/M20+M25 150 100 133 OKA20S2B0F400 1SCA162327R1001 1,1

5/25 M20+M25/M20+M25 150 100 133 OKA25S2B0F400 1SCA162335R1001 1,1

6/32 M20+M25/M20+M25 150 100 133 OKA32S2B0F400 1SCA162343R1001 1,1

6/40 2xM25/2xM25 220 150 158 OKA40S2B0F400 1SCA162351R1001 2,0

7.5/60 2xM32/2xM32 220 150 158 OKA63S2B0F400 1SCA162359R1001 2,0

Steel sheet enclosure

7.5/60 Blank/Blank 300 300 150 OKL63P2Y0F400 1SCA162394R1001 6,8

12/80 Blank/Blank 400 300 200 OKL80P2Y0F400 1SCA162404R1001 9,3

15/100 Blank/Blank 500 300 250 OKL100P2Y0F400 1SCA162366R1001 11,7

3-pole, no neutral terminal nor auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B0F400 1SCA162328R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B0F400 1SCA162336R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B0F400 1SCA162344R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B0F400 1SCA162352R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B0F400 1SCA162360R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y0F400 1SCA162395R1001 6,9

40/80 Blank/Blank 400 300 200 OKL80P3Y0F400 1SCA162405R1001 9,8

55/100 Blank/Blank 500 300 250 OKL100P3Y0F400 1SCA162367R1001 12,2

90/160 Blank/Blank 600 500 200 OKL160P3Y0F400 1SCA162373R1001 18,2

110/200 Blank/Blank 600 500 200 OKL200P3Y0F400 1SCA162377R1001 18,2

132/250 Blank/Blank 600 500 200 OKL250P3Y0F400 1SCA162381R1001 18,2

175/315 Blank/Blank 800 600 200 OKL315P3Y0F400 1SCA162385R1001 26,2

200/400 Blank/Blank 800 600 200 OKL400P3Y0F400 1SCA162388R1001 26,2

315/630 Blank/Blank 1000 600 300 OKL630P3Y0F400 1SCA162391R1001 37,5

500/800 Blank/Blank 1400 800 300 OKL800P3Y0F400 1SCA162402R1001 190,0



FIR E R ATED EN CLOSED S W ITCH - D ISCO N N EC TO R S 13

0
3

—
Ordering information
F400 fire rated enclosed switches

—
OKA40S6B0F400

—
OKA20S6B0F400

—
OKL63P6Y0F400

—
OKL80P6Y0F400

—
OKL100P6Y0F400

—
OKL160P6Y0F400

—
Aluminium and steel sheet enclosure, 6-pole, no neutral nor auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red 
enclosure. Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC 
approved. Cable entries from top and bottom. 

2-pole, no neutral terminal nor auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit230V Height Width Depth

kW/A mm mm mm kg

3.6/20 M20+M25/M20+M25 150 100 133 OKA20S2B0F400 1SCA162327R1001 1,1

5/25 M20+M25/M20+M25 150 100 133 OKA25S2B0F400 1SCA162335R1001 1,1

6/32 M20+M25/M20+M25 150 100 133 OKA32S2B0F400 1SCA162343R1001 1,1

6/40 2xM25/2xM25 220 150 158 OKA40S2B0F400 1SCA162351R1001 2,0

7.5/60 2xM32/2xM32 220 150 158 OKA63S2B0F400 1SCA162359R1001 2,0

Steel sheet enclosure

7.5/60 Blank/Blank 300 300 150 OKL63P2Y0F400 1SCA162394R1001 6,8

12/80 Blank/Blank 400 300 200 OKL80P2Y0F400 1SCA162404R1001 9,3

15/100 Blank/Blank 500 300 250 OKL100P2Y0F400 1SCA162366R1001 11,7

3-pole, no neutral terminal nor auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B0F400 1SCA162328R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B0F400 1SCA162336R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B0F400 1SCA162344R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B0F400 1SCA162352R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B0F400 1SCA162360R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y0F400 1SCA162395R1001 6,9

40/80 Blank/Blank 400 300 200 OKL80P3Y0F400 1SCA162405R1001 9,8

55/100 Blank/Blank 500 300 250 OKL100P3Y0F400 1SCA162367R1001 12,2

90/160 Blank/Blank 600 500 200 OKL160P3Y0F400 1SCA162373R1001 18,2

110/200 Blank/Blank 600 500 200 OKL200P3Y0F400 1SCA162377R1001 18,2

132/250 Blank/Blank 600 500 200 OKL250P3Y0F400 1SCA162381R1001 18,2

175/315 Blank/Blank 800 600 200 OKL315P3Y0F400 1SCA162385R1001 26,2

200/400 Blank/Blank 800 600 200 OKL400P3Y0F400 1SCA162388R1001 26,2

315/630 Blank/Blank 1000 600 300 OKL630P3Y0F400 1SCA162391R1001 37,5

500/800 Blank/Blank 1400 800 300 OKL800P3Y0F400 1SCA162402R1001 190,0

6-pole, no neutral terminal nor auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S6B0F400 1SCA162333R1001 1,3

11/25 M20+M25/M20+M25 150 100 133 OKA25S6B0F400 1SCA162341R1001 1,3

15/32 M20+M25/M20+M25 150 100 133 OKA32S6B0F400 1SCA162349R1001 1,3

18.5/40 2xM25/2xM25 220 150 158 OKA40S6B0F400 1SCA162357R1001 2,3

30/60 2xM32/2xM32 220 150 158 OKA63S6B0F400 1SCA162365R1001 2,3

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P6Y0F400 1SCA162400R1001 7,1

40/80 Blank/Blank 400 300 200 OKL80P6Y0F400 1SCA162410R1001 10,8

55/100 Blank/Blank 500 300 250 OKL100P6Y0F400 1SCA162371R1001 13,7

90/160 Blank/Blank 800 600 300 OKL160P6Y0F400 1SCA162376R1001 27,2

110/200 Blank/Blank 800 600 300 OKL200P6Y0F400 1SCA162380R1001 27,2

132/250 Blank/Blank 800 600 300 OKL250P6Y0F400 1SCA162384R1001 27,2
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Ordering information
F400 fire rated enclosed switches

—
OKA40S3B0F400N

—
OKA20S3B0F400N

—
OKL63P3Y0F400N

—
OKL80P3Y0F400N

—
OKL100P3Y0F400N

—
OKL160P3Y0F400N

—
OKL315P3Y0F400N

—
OKL630P3Y0F400N

—
OKL800P3Y0F400N

—
Aluminium and steel sheet enclosure, 3-pole, including neutral. No auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red 
enclosure. Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC 
approved. Cable entries from top and bottom. 

3-pole, incl. neutral terminal. No auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B0F400N 1SCA162329R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B0F400N 1SCA162337R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B0F400N 1SCA162345R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B0F400N 1SCA162353R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B0F400N 1SCA162361R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y0F400N 1SCA162396R1001 7,0

40/80 Blank/Blank 400 300 200 OKL80P3Y0F400N 1SCA162406R1001 10,3

55/100 Blank/Blank 500 300 250 OKL100P3Y0F400N 1SCA162368R1001 13,2

90/160 Blank/Blank 600 500 200 OKL160P3Y0F400N 1SCA162374R1001 19,4

110/200 Blank/Blank 600 500 200 OKL200P3Y0F400N 1SCA162378R1001 19,4

132/250 Blank/Blank 600 500 200 OKL250P3Y0F400N 1SCA162382R1001 19,4

175/315 Blank/Blank 800 600 200 OKL315P3Y0F400N 1SCA162386R1001 27,6

200/400 Blank/Blank 800 600 200 OKL400P3Y0F400N 1SCA162389R1001 27,6

315/630 Blank/Blank 1000 600 300 OKL630P3Y0F400N 1SCA162392R1001 38,9

500/800 Blank/Blank 1400 800 300 OKL800P3Y0F400N 1SCA162403R1001 190,0
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Ordering information
F400 fire rated enclosed switches

—
OKA40S4B0F400

—
OKA20S4B0F400

—
OKL63P4Y0F400

—
OKL80P4Y0F400

—
OKL100P4Y0F400

—
OKL160P4Y0F400

—
OKL315P4Y0F400

—
OKL630P4Y0F400

—
OKL80P6Y0F400N

—
Aluminium and steel sheet enclosure, 4- and 6-pole. No auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red 
enclosure. Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC 
approved. Cable entries from top and bottom. 

3-pole, incl. neutral terminal. No auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B0F400N 1SCA162329R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B0F400N 1SCA162337R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B0F400N 1SCA162345R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B0F400N 1SCA162353R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B0F400N 1SCA162361R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y0F400N 1SCA162396R1001 7,0

40/80 Blank/Blank 400 300 200 OKL80P3Y0F400N 1SCA162406R1001 10,3

55/100 Blank/Blank 500 300 250 OKL100P3Y0F400N 1SCA162368R1001 13,2

90/160 Blank/Blank 600 500 200 OKL160P3Y0F400N 1SCA162374R1001 19,4

110/200 Blank/Blank 600 500 200 OKL200P3Y0F400N 1SCA162378R1001 19,4

132/250 Blank/Blank 600 500 200 OKL250P3Y0F400N 1SCA162382R1001 19,4

175/315 Blank/Blank 800 600 200 OKL315P3Y0F400N 1SCA162386R1001 27,6

200/400 Blank/Blank 800 600 200 OKL400P3Y0F400N 1SCA162389R1001 27,6

315/630 Blank/Blank 1000 600 300 OKL630P3Y0F400N 1SCA162392R1001 38,9

500/800 Blank/Blank 1400 800 300 OKL800P3Y0F400N 1SCA162403R1001 190,0

4-pole, no auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S4B0F400 1SCA162331R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S4B0F400 1SCA162339R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S4B0F400 1SCA162347R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S4B0F400 1SCA162355R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S4B0F400 1SCA162363R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P4Y0F400 1SCA162398R1001 7,0

40/80 Blank/Blank 400 300 200 OKL80P4Y0F400 1SCA162408R1001 10,3

55/100 Blank/Blank 500 300 250 OKL100P4Y0F400 1SCA162370R1001 13,2

90/160 Blank/Blank 600 500 200 OKL160P4Y0F400 1SCA162375R1001 19,4

110/200 Blank/Blank 600 500 200 OKL200P4Y0F400 1SCA162379R1001 19,4

132/250 Blank/Blank 600 500 200 OKL250P4Y0F400 1SCA162383R1001 19,4

175/315 Blank/Blank 800 600 200 OKL315P4Y0F400 1SCA162387R1001 27,6

200/400 Blank/Blank 800 600 200 OKL400P4Y0F400 1SCA162390R1001 27,6

315/630 Blank/Blank 1000 600 300 OKL630P4Y0F400 1SCA162393R1001 38,9

6-pole, incl. neutral terminal. No auxiliary contacts.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

40/80 Blank/Blank 500 300 250 OKL80P6Y0F400N 1SCA162411R1001 11,3
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Ordering information
F400 fire rated enclosed switches

—
OKA40S3B1F400

—
OKA20S3B1F400

—
OKL63P3Y1F400

—
OKL80P3Y1F400

—
OKL100P3Y1F400

—
Aluminium and steel sheet enclosure, 3- and 4-pole. No neutral terminal. Including auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red enclosure.
Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC approved. Cable entries 
from top and bottom. Safety switch sticker included.

3-pole, incl. auxiliary contacts. 
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B1F400 1SCA162330R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B1F400 1SCA162338R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B1F400 1SCA162346R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B1F400 1SCA162354R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B1F400 1SCA162362R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y1F400 1SCA162397R1001 7,0

40/80 Blank/Blank 400 300 200 OKL80P3Y1F400 1SCA162407R1001 10,3

55/100 Blank/Blank 500 300 250 OKL100P3Y1F400 1SCA162369R1001 13,2

4-pole, incl. auxiliary contacts. Excluding neutral terminal.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S4B1F400 1SCA162332R1001 1,3

11/25 M20+M25/M20+M25 150 100 133 OKA25S4B1F400 1SCA162340R1001 1,3

15/32 M20+M25/M20+M25 150 100 133 OKA32S4B1F400 1SCA162348R1001 1,3

18.5/40 2xM25/2xM25 220 150 158 OKA40S4B1F400 1SCA162356R1001 2,3

30/60 2xM32/2xM32 220 150 158 OKA63S4B1F400 1SCA162364R1001 2,3

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P4Y1F400 1SCA162399R1001 7,1

40/80 Blank/Blank 400 300 200 OKL80P4Y1F400 1SCA162409R1001 10,8



FIR E R ATED EN CLOSED S W ITCH - D ISCO N N EC TO R S 17

0
3

—
Ordering information
F400 fire rated enclosed switches

—
OKL63P6Y1F400

—
OKL80P6Y1F400

—
OKL100P6Y1F400

—
OKA20S6B1F400

—
OKA40S6B1F400

—
Aluminium and steel sheet enclosure, 6-pole. No neutral terminal.  Including auxiliary contact. 
The delivery includes a black or a red-yellow handle (I-O/ON-OFF) and PE-terminal. Red enclosure.
Handle padlockable in OFF- and ON-position. The cover is interlocked. EMC approved. Cable entries 
from top and bottom. Safety switch sticker included.

3-pole, incl. auxiliary contacts. 
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S3B1F400 1SCA162330R1001 1,2

11/25 M20+M25/M20+M25 150 100 133 OKA25S3B1F400 1SCA162338R1001 1,2

15/32 M20+M25/M20+M25 150 100 133 OKA32S3B1F400 1SCA162346R1001 1,2

18.5/40 2xM25/2xM25 220 150 158 OKA40S3B1F400 1SCA162354R1001 2,2

30/60 2xM32/2xM32 220 150 158 OKA63S3B1F400 1SCA162362R1001 2,2

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P3Y1F400 1SCA162397R1001 7,0

40/80 Blank/Blank 400 300 200 OKL80P3Y1F400 1SCA162407R1001 10,3

55/100 Blank/Blank 500 300 250 OKL100P3Y1F400 1SCA162369R1001 13,2

4-pole, incl. auxiliary contacts. Excluding neutral terminal.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/M20+M25 150 100 133 OKA20S4B1F400 1SCA162332R1001 1,3

11/25 M20+M25/M20+M25 150 100 133 OKA25S4B1F400 1SCA162340R1001 1,3

15/32 M20+M25/M20+M25 150 100 133 OKA32S4B1F400 1SCA162348R1001 1,3

18.5/40 2xM25/2xM25 220 150 158 OKA40S4B1F400 1SCA162356R1001 2,3

30/60 2xM32/2xM32 220 150 158 OKA63S4B1F400 1SCA162364R1001 2,3

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P4Y1F400 1SCA162399R1001 7,1

40/80 Blank/Blank 400 300 200 OKL80P4Y1F400 1SCA162409R1001 10,8

6-pole, incl. auxiliary contacts. Excluding neutral terminal.
Aluminium die cast enclosure.
Max. 
Motor 
output/
AC-23A

Cable outlets/side

Enclosure dimensions

Type Order number

Weight/
unit415V Height Width Depth

kW/A mm mm mm kg

9.5/20 M20+M25/2xM20+M25 150 100 133 OKA20S6B1F400 1SCA162334R1001 1,3

11/25 M20+M25/2xM20+M25 150 100 133 OKA25S6B1F400 1SCA162342R1001 1,3

15/32 M20+M25/2xM20+M25 150 100 133 OKA32S6B1F400 1SCA162350R1001 1,3

18.5/40 2xM25/2xM25+M20 220 150 158 OKA40S6B1F400 1SCA162358R1001 2,3

Steel sheet enclosure

30/60 Blank/Blank 300 300 150 OKL63P6Y1F400 1SCA162401R1001 7,2

40/80 Blank/Blank 400 300 250 OKL80P6Y1F400 1SCA162412R1001 11,2

55/100 Blank/Blank 500 300 250 OKL100P6Y1F400 1SCA162372R1001 13,5
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Dimension drawings
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—
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Type
Size Cable entry Fixing dimensions

H W D E X Y A B G
3-pole 
OKL63N3YF2 300 200 135 45 Blank Blank 130 230 6,5

OKL100N3YF2 300 200 135 45 Blank Blank 130 230 6,5

4-pole 
OKL63N4YF2 300 200 135 45 Blank Blank 130 230 6,5

OKL100N4YF2 300 200 135 45 Blank Blank 130 230 6,5

H W D E A

400 400 230 45 445

600 400 230 45 645

800 400 230 45 845

1000 400 230 45 1045
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Dimension drawings

Type
Size Cable inlets Wall mounting

H W D L X Y Z (6-pole only) A B G
OKA20...32 150 100 133 122 1xM20+1xM25 1xM20+1xM25 1xM20 85 113,5 5,5

OKA40...63 220 150 158 147 2xM32 2xM32 - 135 180 5,5

—
OKA20-63_F400

—
OKA20-32, 6-pole right side

—
OKA20-32 bottom

—
OKA40-64 bottom
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Dimension drawings

—
/OKL63-800_F400

Type

Size Cable inlets Wall mounting

H W D X Y A1 B1 A2 B2 G1 G2
OKL63 300 300 150 Removable gland plate 248 324 248 258 7 7

OKL80 400 300 200 Removable gland plate 348 324 348 258 7 7

OKL80P6_1_ / OKL80P6_N
OKL100 500 300 250 Removable gland plate 448 324 448 258 7 7

OKL160...250 600 500 200 Removable gland plate 548 524 548 458 7 7

OKL160...250 6-pole 800 600 300 Removable gland plate 748 624 748 558 7 7

OKL315...400 800 600 200 Removable gland plate 748 624 748 558 7 7

OKL630 1000 600 300 Removable gland plate 948 624 948 558 7 7

OKL800 1400 800 300 Removable gland plate 1288 844 1288 758 7 7
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Blind plate dimensions for F400 fire rated enclosed switches

—
OKL63

—
OKL100

—
OKL80

—
OKL160-250

—
OKL160-250P6

—
OKL630

—
OKL800

—
OKL315-400
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