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XT1 XT3 XT2 XT4
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XT1-XT2-XT3-XT4

F - Terminali anteriori XT1-XT2-XT3-XT4 fisso
F - Front terminals XT1-XT2-XT3-XT4 Fixed
F - Vorderseitige Anschlüsse XT1-XT2-XT3-XT4 fest
F - Prises avant XT1-XT2-XT3-XT4 fixe
F - Terminales anteriores XT1-XT2-XT3-XT4 fijo
F - 前接线端子 XT1-XT2-XT3-XT4 固定式
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FOR XT1-XT2-XT4 UL ONLY
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FOR XT1 UL ONLY

71 Lb in
4 8 Nm
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XT1 XT2 XT3 XT4
A 7,5mm (0,3") 7,5mm (0,3") 9,5mm (0,37") 10mm (0,39")
B 6,5mm (0,26") 7,5mm (0,3") 10mm (0,39") 10,5mm (0,41")
C 6,5mm (0,26") 6,5mm (0,26") 8,5mm (0,33") 8,5mm (0,33")

5mm (0,2") 5mm (0,2") 8mm (0,31") 8mm (0,31")
3,5mm (0,14") 2,5mm (0,1") 5mm (0,2") 5mm (0,2")

E 16mm (0,63") 20mm (0,79") 24mm (0,94") 25mm (0,98")

D
max

min

XT1 XT2 XT3 XT4
A 6,5mm (0,26") 6,5mm (0,26") 8,5mm (0,33") 8,5mm (0,33")
B 16mm (0,63") 20mm (0,79") 24mm (0,94") 25mm (0,98")

XT1 XT2 XT3 XT4F
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1

FOR XT1-XT2-XT4 UL ONLY

FOR XT1 UL ONLY
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