
SACE Tmax XT

XT2 - XT4

Trasformatore di corrente per conduttore neutro esterno XT2 - XT4

Current transformer fo external neutral conductor XT2 - XT4

Stromwandler für außenliegenden neutralleiter XT2 - XT4

Transformateur de courant pour conducteur neutre extérieur XT2 - XT4

Tranformador de corriente para conductor neutro externo XT2 - XT4

用于外部中性导体的电流转换器 XT2 - XT4
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XT4 V - X ONLY
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23 XT4 V - X ONLY
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27 External neutral configuration

- Use Ekip Programming (1SDA076154R1) or Ekip T&P (1SDA066989R1) and Ekip Connect 3 tool
- Follow Ekip Programming instructions ( ) or Ekip T&P instructions ( )1SDH001257R0001 1SDH001000R517
  1)  Select ”Classic View”
  2) S elect ”Settings”
  3) S elect ”Trip Unit configuration”
  4) Select ”Neutral configuration”
  5) Choose ”External neutral configuration” value
  6) Press ”Apply”
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