
DIMENSION TABLE
GCAT NO. DESCRIPTION A B C CONDUIT KNOCKOUTS QUANTITY AND SIZE

1 2 3 4 5 6 7
TDT3362R
TDT3361R

60A 3P DBL THR N3R 600V FUSIBLE
30A 3P DBL THR N3R 600V FUSIBLE 37.02 33.50 36.62 (1)  1/2-3/4-1 (1)  3/4-1-1 1/4 (1)  1-1 1/4-1 1/2 (1)  1 1/4-1 1/2-2 (1)  1/2-3/4-1-1 1/4 (1)  3/4-1-1 1/4-1 1/2 (1)  1-1 1/4-1 1/2-2

TC35361R 30A 3P DBL THR N3R 600V NONFUSE 25.02 21.50 24.62 (1)  1/2-3/4-1 (1)  3/4-1-1 1/4 (1)  1-1 1/4-1 1/2 (1)  1 1/4-1 1/2-2 (1)  1/2-3/4-1-1 1/4 (1)  3/4-1-1 1/4-1 1/2 (1)  1-1 1/4-1 1/2-2

TC35361 30A 3P DBL THR N1 600V NONFUSE 25.02 21.50 24.62 (2)  1/2-3/4-1 (2)  3/4-1-1 1/4 (2)  1-1 1/4-1 1/2 (2)  1 1/4-1 1/2-2 (2)  1/2-3/4-1-1 1/4 (2)  3/4-1-1 1/4-1 1/2 (2)  1-1 1/4-1 1/2-2
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NOTE:
1. ALL DIMENSIONS ARE IN INCHES.
2. ALL DIMENSIONS HAVE �#�0.125 TOLERANCE.
3. KNOCKOUTS NO. 1 THRU 4 ARE TANGENTIAL.
4. KNOCKOUTS NO. 5, 6, & 7 ARE CONCENTRIC.
5. KNOCKOUTS OMITTED IN TOP ENDWALL,
     TOP BACKWALL, AND TOP SIDEWALLS FOR
     CATALOGS TC35361R, TDT3361R AND TDT3362R.
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TOP ENDWALL FOR FIGURES 2 AND 4 HAVE
BLANK PLATE FOR INTERCHANGEABLE HUBS.

KNOCKOUTS IN BOTTOM ENDWALL
ARE IN REVERSE ORDER.
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