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 SKU 
NUMBER

VOLTAGE 
RATING

CURRENT 
RATING

FUSIBLE / 
NON-FUSIBLE 

NUMBER 
OF POLES

ENCLOSURE

 TDN3365AR 600V AC 400A NON-FUSIBLE 3 POLES 3R
 TDN3325AR 240V AC 400A NON-FUSIBLE 3 POLES 3R

FRONT COVER ASSEMBLY, LINE SHIELD, NAME PLATE
AND INSULATING BARRIER REMOVED FOR CLARITY

MOUNTING BRACKET DIMENSION

SECTION A-A
NOTES:
 
1. USE TWO #1/0-250 MCM CU/AL
    WIRES PER LUG FOR 400 AMP SWITCH.
 
2. EQUIP. GRD.-#14-1/0 CU/ALMENSIONS ARE IN INCHES.
 
 
3. USE TWO #1/0-250 MCM CU/AL
    WIRES PER LUG FOR NEUTRAL KIT.
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