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CATALOG# MODEL# MAIN BREAKER

TSDR830CFCUGP M03 DUAL 150A

TSDR840CFCUGP M03 DUAL 200A

LETTER DESCRIPTION QTY

A 1 1/2 x 2 x2 1/2 KO 2

B 3/4 x 1 x 1 1/4 x 1 1/2 KO 3

C 1/2 x 3/4 x 1 KO 1

D 1/2 x 3/4 KO 10

E 9/32 KO 3

F 2 1/2 x 3 x 3 1/2 x 4 KO 2

G 1/2 x 3/4 x 1 1/4 x 1 1/2 x 2 KO 2

H 1/2 x 3/4 x 1 1/4 x 1 1/2 x 2 x 2 1/2 KO 2

J 3 1/2 x 4 KO 3
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Third Angle Projection
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Note:
1) All Dimensions have �#�0.125 Tolerance
2) MAIN BREAKER DUAL A2N - RINGLESS - 
400A 22K 8/16 CIRCUITS - N3R
ENCLOSURE SEMIFLUSH FRONT-SIDE BY SIDE 
- TOP/BOTTOM FEED - GEORGIA POWER
3) MEG APPROVED.(JUNE 2022) 
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