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MCI. MC2, MC1...-RAIL, MC2...-RAIL
Uimp: 6kV,

Ui 750V,

Ith: 20A;

MCI, MCI.-RAIL:

AC- 1 Uefle690V/ 20,

AC-3Ue/ 1400 VA, S00V/SA,600V/6A;
AC-4:Ue/leA00V/9A S00V/BA, 690V/BA;

MC2, MC2,, -RAIL:

AC-1:Ue/le63V/20A,

AC-3:Ue/1eA00V/ 12A500V/1DA 690V/8A;

ACA:Ue/leA00V/9A, S00V/BAB90VIOA:
Us24V.48Y.120V.220-230 240V 50/60Hz,115-127V 50Hz208-220V 60Hz,

110-115V 50Hz/110-120V 60Hz 220-240V S0Hz277V 60H2380-400V S0Hz440V 601

415-440V S0H2/480V 60Hz500V S0HZ/600V 60Hz,

24V ARV 110V, 125V.220V, 12V 33V, 72V DC;

3PAP.

p20;

Auxiliary Contacts:

INGINC:

Ith:16A:

AC-15:Uc/le: 120V/6A, 240V/6A, 400VIA, SOOV/2.3A, 690V/1.5A;
DC-13:Ue/le 24V/5A, 4BV/ASA, 125V/1.24, 250V/0.6A, 410V 254

Explanation in English
The nomenclature breakdown of the MC line contactors is as follows:

z

MC] 1 [ A 510 A T N RAIL
Mode Contact ]
size [ acne | S gy | Teminal | ™| Specia, Orderimg No
i Configuration voltage
Model: MC = mini cntactor
Size: 1,2

ACDC: A = altemating current, € = Dircet current with 3 or 4 Watis coil conswnption, 1 = Direct

current with 1.2 Watls coil consumption,
K = Direct current with 2 Waiis coil consumption. K and [
Normally Open power poles
Contact configuration:
310 = 3 Nommally open power contacts and | normally open muxiliary contact
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FrmES. BS, JUEEHE):

301 =3 Normally open power contacts and | normally closed auxiliary contact
A0 = 4 Nomally open power conlacts no auxiliary contact

1 o tacts, 2 Nomally closed power contacts and no auxiliary contact
ower contacts and no auxiliary contact

ninal: T = screw. R = Ring Terminal

Conl voltage:  See table |

Special Ordering No.: “-RAIL" 1s a Special Ordering Number for Railway Customer, “-RAIL"
products ane exaetly the same with normal products which have no “RAIL” mark
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FREF. BS. ASEEE):

MC1.MC2. MCL...-RAIL, MC2...-RAIL

Uimp: 6kV:

Ui 750V:

th: 20A;

MCIMCL..-RAIL

AC-L:Ue/Te: 690 VI20A,

AC-3:Uelle:400V/IASOOV/RA 690V/6A;
AC-4:Ue/le:400V/9A,500V/BA 690V 6A;

MC2, MC2...-RAIL

AC-LUe/1e:690V20A;

AC-3:Uc/le-H00V/12A.500V/10A 690V/SA,
AC-:UeMe:A00V/9A. 500 V/BA 690V OA,
Us:24VABV.120V.220-230V, 240V S0/60H2,115-127V 50Hz,208-220V 60Hz.
110-115V 50H2/110-120V 60H2220-240V 50112277V 6011z, 380-400V S0Hz440V 60Hz
415440V 5017480V 6011z,500V 5011600V 60112,
24VABV,110V,125V,220V,12V.33V.72V DC.

AP

1P20;

BLR HhSERh Rk (RIR)

INO.INC;

Ith:16A;

AC-15Ue/Ie: 20V/6A, 240V/6A, A00VHA, SU0V/2.5A. 690V/1 A,
DC-13:Ue/le24VISA, 48V/3.5A, 125V/1.2A, 250Vi0.6A, 430V/0.25A
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