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SMISSLINE TP
Universal adapter 27 mm wide for  
S800 High Performance MCB

The universal adapter with the new 
9 mm dummy housing is specially 
designed for the High performance 
Breaker S800. 
This allows to have a 27 mm adapter 
on the SMISSLINE TP busbar 
system. With these adapter 
combination an 400 A power 
distribution panel for 415 V 100 kA 
is possible.

Universal adapters 50 A, Adapter for use EN/IEC 61439-6

Designation Type name ABB IT number EAN number
761 227

Pack-
aging
unit

Module Weight
in
grams

Adapter 50 A
L1 or L2 or L3 wire top ZLS972 2CCA180555R0001 144 4709 10 1 24
L1 or L2 or L3 wire bottom ZLS973 2CCA180556R0001 144 4716 10 1 24
N wire top ZLS972N 2CCA180557R0001 144 4723 10 1 24
N wire bottom ZLS973N 2CCA180558R0001 144 4730 10 1 24

—
Accessory

Dummy housing
18 mm wide ZLS964 2CCA180550R0001 144 4556 10 1 11
9 mm wide ZLS965 2CCA180545R1001 150 1440 Set of 

5 pcs.
0.5  5

Connector for multi-pole adapter
Bag with 30 pcs. 
2 connectors are needed to connect 
1 adapter with 1 dummy housing

E210-SPV 2CCC703715R0001 141 4801 Set of 
30 pcs.

50
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We reserve the right to make technical 
changes or modify the contents of this 
document without prior notice. With re-
gard to purchase orders, the agreed par-
ticulars shall prevail. ABB AG does not ac-
cept any responsibility whatsoever for 
potential errors or possible lack of infor-
mation in this document.

We reserve all rights in this document and 
in the subject matter and illustrations con-
tained therein. Any reproduction, disclo-
sure to third parties or utilization of its 
contents – in whole or in parts – is forbidden 
without prior written consent of ABB AG. 
Copyright© 2017 ABB
All rights reserved
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—
ABB Switzerland Ltd.
Low Voltage Products
Fulachstrasse 150
CH-8201 Schaffhausen
Phone +41 58 586 41 11
Fax +41 58 586 42 22 

—
ABB Inc.
8155 T&B Blvd.
Memphis, TN 38125
Technical Support: 
E-Mail: lvps.support@us.abb.com 
Phone: 1-888-385-1221 Option 1

abb.ch

— 
Technical data

Voltage 
(VAC)

Rated 
conditional 
short-circuit 
current (Icc)

Incoming current 
of main busbars 
(L1, L2, L3, N)

Short circuit protection device (SCPD)
Fuse MCCB Remark

415 V 100 kA 250 A NH1 gG 690 V/250 A ABB 
Tmax T4/XT4 250 A690 V  50 kA 250 A NH1 gG 690 V/250 A

415 V  40 kA 400 A ABB 
Tmax T5/XT5 630 A

Only with S800, 
MS132, MS165690 V  30 kA 400 A
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