
Orion1 Base is an easy to use light 
curtain with compact dimensions 
and two resolutions for detection of 
fingers and hands. 

Light curtains are usually used closed 
to the hazardous zone when repeated 
access to the machine is necessary, 
for example manually serviced 
machines.

Light curtains can also be used to 
limit work zones inside the hazardous 
area and be mounted horizontally for 
area protection.

Visible alignment level
Since the alignment level is displayed, 
the alignment can be improved before 
the occurrence of an unwanted stop.

Extensive error indication
Extensive error indication reduces 
troubleshooting time.

Protection against harsh environ-
ment
Protective tubes and lens shields 
protect the devices in harsh environ-
ments.

Continuous 
operation

Easy to install

Easy to align 
Alignment help and a wide angle within 
the limits of a Type 4 device facilitate 
alignment. Rotation brackets also sim-
plify alignment.

Easy to connect
M12 connectors speed up cabling.

No more functions than neccessary
Orion1 Base comes with a minimum of 
advanced functionalities to save cost.

Minimized cabling
A local reset button can be connected 
directly to the light curtain. In this way 
there is no need for a cable between 
the reset button and the electrical cab-
inet or for an extra control module.

External device monitoring
Each light curtain can monitor the 
actuators without any extra control 
module (EDM function).

Cost effective solution

—
SAFETY PRODUCTS

Safety light curtain
Orion1 Base
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Detection  
(Resolution mm)

Protected height
mm

Type 
(Transmitter + receiver)

Order code

Finger
(14)

150 Orion1-4-14-015-B 2TLA022300R0000

300 Orion1-4-14-030-B 2TLA022300R0100

450 Orion1-4-14-045-B 2TLA022300R0200

600 Orion1-4-14-060-B 2TLA022300R0300

750 Orion1-4-14-075-B 2TLA022300R0400 

900 Orion1-4-14-090-B 2TLA022300R0500

1050 Orion1-4-14-105-B 2TLA022300R0600

1200 Orion1-4-14-120-B 2TLA022300R0700

1350 Orion1-4-14-135-B 2TLA022300R0800

1500 Orion1-4-14-150-B 2TLA022300R0900

1650 Orion1-4-14-165-B 2TLA022300R1000

1800 Orion1-4-14-180-B 2TLA022300R1100

Hand
(30)

150 Orion1-4-30-015-B 2TLA022302R0000

300 Orion1-4-30-030-B 2TLA022302R0100 

450 Orion1-4-30-045-B 2TLA022302R0200 

600 Orion1-4-30-060-B 2TLA022302R0300 

750 Orion1-4-30-075-B 2TLA022302R0400 

900 Orion1-4-30-090-B 2TLA022302R0500 

1050 Orion1-4-30-105-B 2TLA022302R0600

1200 Orion1-4-30-120-B 2TLA022302R0700

1350 Orion1-4-30-135-B 2TLA022302R0800 

1500 Orion1-4-30-150-B 2TLA022302R0900 

1650 Orion1-4-30-165-B 2TLA022302R1000 

1800 Orion1-4-30-180-B 2TLA022302R1100 

Orion1 Base
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—
Ordering Details
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— 
Note
We reserve the right to make technical 
changes or modify the contents of this 
document without prior notice. With  
regard to purchase orders, the agreed 
particulars shall prevail. ABB does  not 
accept any responsibility whatsoever for 
potential errors or possible lack of infor-
mation in this document.

We reserve all rights in this document 
and in the subject matter and illustra-
tions contained therein. Any reproduc-
tion, disclosure to third parties or  
utilization of its contents – in whole or  
in parts – is forbidden without prior 
written consent of ABB.
Copyright© 2018 ABB. 
All rights reserved.

— 
CONTACT
ABB AB
Jokab Safety
Varlabergsvägen 11
SE-434 39 Kungsbacka
Tel. +46 (0)21-32 50 00

www.abb.com/jokabsafety
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http://www.abb.com/productdetails/2TLA022302R1100
http://www.abb.com/productdetails/2TLA022302R1000
http://www.abb.com/productdetails/2TLA022302R0900
http://www.abb.com/productdetails/2TLA022302R0800
http://www.abb.com/productdetails/2TLA022302R0700
http://www.abb.com/productdetails/2TLA022302R0600
http://www.abb.com/productdetails/2TLA022302R0500
http://www.abb.com/productdetails/2TLA022302R0400
http://www.abb.com/productdetails/2TLA022302R0300
http://www.abb.com/productdetails/2TLA022302R0200
http://www.abb.com/productdetails/2TLA022302R0100
http://www.abb.com/productdetails/2TLA022302R0000
http://www.abb.com/productdetails/2TLA022300R1100
http://www.abb.com/productdetails/2TLA022300R1000
http://www.abb.com/productdetails/2TLA022300R0900
http://www.abb.com/productdetails/2TLA022300R0800
http://www.abb.com/productdetails/2TLA022300R0700
http://www.abb.com/productdetails/2TLA022300R0600
http://www.abb.com/productdetails/2TLA022300R0500
http://www.abb.com/productdetails/2TLA022300R0400
http://www.abb.com/productdetails/2TLA022300R0300
http://www.abb.com/productdetails/2TLA022300R0200
http://www.abb.com/productdetails/2TLA022300R0100
http://www.abb.com/productdetails/2TLA022300R0000

