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ACS880-01                    3AUA0000078093
ACS880-01  R1  R3                     3 AUA0000085966
ACS880-01  R4  R5                     3 AUA0000099663
ACS880-01  R6  R9                     3 AUA0000099689

 ( )
ACS880                    3AUA0000085967
ACS880                                         3AUA0000098062

 ( )
ACS-AP-I  ACS-AP-S                          3 AUA0000085685

composer PC                      3 AUA0000094606
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ABB industrial drives
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ACS880-01 ( )

1. IO
2. PC USB Mini USB
3. IO Ethernet
4. ACS88 0-01 R1 R3
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6.  CD
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1.  ( )
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25kg
3. Ethernet
4. Ethernet  ( “ IO A “IO

B )
5.  (115V/230V) *
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 IO

SI1: (1)
SI2, SI3 & SI4:

(0= LED , 1= LED )

AI1:

AO1:

AI2:

AO2:

DI1:  (0),  (1)

DI2:  (0),
 (1)

DI3:

DI4:

DI5: 1
(0),  (1)

DI6:

DIIL:

RO1:  (1)

RO2:  (1)

RO3:  (-1)

DIO1: :
(1)

mode: (0),
 (1)

DIO2: :
(1)

mode: (0),
(1)
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95
95.01 [2] 380…415 V

91
91.11  1 [4] FEN-31
91.12  1 003 FEN-31 3

92  1
92.01  1 [5] HTL
92.02 1 [1] 1
92.10 / 1024
92.12 [0] A&B all
92.13 [0]
92.15 [2] 1220 Hz
92.20 Enc [0] No

91  1
91.10 [1] 'Done'

90
90 .41 [1]  1

I/O

12  AI
12.25 AI2 [2] V
12.28 AI2 10

ID

99
99.03 [0]
99.04 [0] DTC
99.06 1.2 A
99.07 230 V
99.08 50 Hz
99.09 1360 rpm
99.10 0.18 kW
99.11 cosfii 0.71
99.13 [1]  ' '  ID DI1 ,

 ' '
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“  ZCU
“

!

T2AL250V (Slow, 2.0A, 250V )
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: 650 mm
980 mm ( )

: 490 mm
: 385 mm
: 30 kg

ACS880-01-02A4-3+K473+L502
(K473 = FENA-11, L502 = FEN-31)

ABB M2VA 63 B 4 (3GVA 062 142-ASC)

 ( )

U1 ~ 100V - 240V
115V 230V (115V/230V)

230V “230V”

IP21
IP55

ACS880-01
99.03 Motor type AM

In 99.06 Motor nominal current 1.2 A
Un 99.07 Motor nominal voltage 230.0 V

Fn 99.08 Motor nominal frequency 50.0 Hz
99.09 Motor nominal speed 1360 rpm

Pn 99.10 Motor nominal power 0.18 kW
COS 99.11 Motor nominal cosfii 0.71

99.12 Motor nominal torque 0.82 Nm
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:
- :  -40  +70 °C
- : -40 +70 °C
- :  -15 +40 °C
:

-  0 4,000 m
:

-  5 95%,

230V

115V
400V

24V

 ZCU

ACS880-01

M2VA 63 B 4

(115V/230V)
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ABB
ABB

www.abb.com/drives

ABB www.abb.com/drives

ABB

www.abb.com/drives -
(LV AC )
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Power and productivity
for a better world™


