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ABB DRIVES SERVICE 

ACS880R & ACS880U Recycling instructions 
 

ACS880 Retrofit solutions for ACx60x ACS880 Retrofit solutions for ACS800 

ACS880R-07F6 
ACS880R-107S6 
ACS880R-207S6 
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ACS880R-807S6 
ACS880R-107F6 
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ACS880R-607LCS6 
ACS880R-1007LCS6 

ACS880U-07S8 
ACS880U-17S8 
ACS880U-37S8 
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List of related manuals and documents 

General drive manuals Code (English) 

ACS880 cabinet installed drives – recycling information 3AXD50000153909 

ACS880-01 drives - recycling information 
3AUA0000149383 

ACS880-04 drives - recycling information 3AXD50000137688 

DSC880 recycling information 3ADW000494R 
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— 
1 Cabinet parts 
The main parts of the cabinet installed parts are shown below. For drive modules, see chapter 2 of this document. 

1.1 ACS600 Frame INU 

General view of cabinet parts 

 

1) Air baffles 
2) Doors 
3) Frame 
4) Output shroud 
5) Cabinet bottom 
6) Sliding-IO 
7) Old ACS600 installation 

 

Part no Material Weight / kg 

1 
Sheet metal: Zn coated steel 
Cable conduit: PVC 
Sealing ring: rubber 

<10 
<5 
<1 

2 

Sheet metal parts, painted: Zn coated steel, polyester coated paint 
Sheet metal parts: Zn coated steel 
Swing handle triangle: Zn die cast 
Swing handle: PA 
Hinge: ZnAl14Cu1, black-chromated Zn 
Filter: Various materials, see manufacturer’s instructions 
Gasket: Neoprene 
Seal: EPDM, CR, SBR 
Electrical components: Various 
Insulation Sheet: PC 

<30 
<15 
<0.5 
<5 
<2 
<4 
<1 
<4 
<0.5 
<0.5 



 

3 

Sheet metal bars: Zn coated steel 
Bus bar: Sn coated Cu 
Insulation sheet: PC 
Fuses: ceramic, Cu, Fe, brass, silica sand 
Cable conduit: PVC, PPE/PS, PC/ABS 
Insulation support: epoxy, steel 
Common mode choke: ferrite iron 
Electrical components: various 

<70 
<65 
<5 
<10 
<1 
<6 
<8 
<1 

4 Insulation sheet: PC <2 

5 

Sheet metal: Zn coated steel 
Cable lead through: rubber 
EMC cushion: NiCu-C70, bromine free flame retardant 
Electrical components: various 

<15 
<2 
<2 
<10 

6 
Sheet metal: Zn coated steel 
Cable conduit: PCV, PPE/PS, PC/ABS 

<10 
<8 

7 Sheet metal: Zn coated steel < 40 

 

1.2 ACS600 STD INU 

General view of cabinet parts. 

 

1) Fuse assembly 
2) Cabinet middle support 
3) Shrouds 
4) Air guide 
5) Output 
6) Doors 
7) Cabinet bottom 
8) Sliding IO 
9) Side support 
10) Old ACS600 installation 



 

Part no Material Weight / kg 

1 

Sheet metal parts: Zn coated steel 
Bus bars: Sn coated Cu 
Insulation sheets: PC+10%GF and PC 
Insulation supports: Epoxy, steel 
Common mode choke: Ferrite iron 
Fuses: Ceramic, Cu, Fe, Brass, silica sand 

<8 
<15 
<1 
<0.5 
<5 
<2 

2 Sheet metal parts: Zn coated steel <25 

3 Sheet metal parts: Zn coated steel <5 

4 

Sheet metal parts: Zn coated steel 
Insulation sheet: PC 
Cable conduit: PVC, PPE/PS, PC/ABS 
Electrical components: Various 

<7 
<0.5 
<0.5 
<0.5 

5 

Sheet metal parts: Zn coated steel 
Bus bars: Sn coated Cu 
Cable plate: Sn coated Cu 
Insulation sheets: PC 
Insulation supports: Epoxy, steel 
Bushing insulator: PBT+Glass fiber 

<20 
<15 
<4 
<1 
<4 
<0.2 

6 

Sheet metal parts, painted: Zn coated steel, polyester coated paint 
Sheet metal parts: Zn coated steel 
Swing handle triangle: Zn die cast 
Swing handle: PA 
Hinge: ZnAl14Cu1, black-chromated Zn 
Filter: Various materials, see manufacturer’s instructions 
Gasket: Neoprene 
Seal: EPDM, CR, SBR 
Electrical components: Various 

<30 
<15 
<0.5 
<5 
<2 
<4 
<1 
<4 
<0.5 

7 

Sheet metal: Zn coated steel 
Bus bars: Sn coated Cu 
Cable lead through: rubber 
EMC cushion: NiCu-C70, bromine free flame retardant 

<35 
<10 
<2 
<2 

8 
Sheet metal parts: Zn coated steel 
Electrical components: Various 
Cable conduit: PVC 

<25 
<15 
<13 

9 Sheet metal: Zn coated steel <5 

10 Sheet metal: Zn coated steel < 40 

 

  



 

1.3 ACW600 

 General view of cabinet parts 

 

1) Piping, heat exchangers 
2) Old installation 

 

 

Part no Material Weight / kg 

1 
Zn coated steel 
Polyamide 
Aluminum 

<25 
<5 
<5 

2 Not included N/A 

 
  



 

1.4 ACS607 frame 

 General view of cabinet parts 

 

1) Frame 
2) Old ACS607 installation 

 

 

Part no Material Weight / kg 

1 

Sheet metal: Zn coated steel 
Bus bar: Sn-coated Cu 
Insulation sheet: PC 
Insulation support: Epoxy, steel 
Gromets and seals: Rubber, EPDM, CR, SBR 

Electrical components: Various 
Common mode choke: Ferrite iron 
Fuses: Ceramic, Cu, Fe, Brass, Silica sand 
Wires: Cu 

<30 
<2 
<0.5 
<0.5 
<0.5 

<1 
<2 
<2 
<10 

2 Old ACS607 installation Not included 

 
  



 

1.5 ACS800-07 frame 

 General view of cabinet parts. Includes: module upgrade, new door, contractor upgrade 

 

1) New door 
2) FEA & power supply pre-assembly 
3) Hinge 
4) Shroud 
5) Bracket 
6) Small cooling Fan pre-assembly 
7) Front air baffle pre-assembly 
8) -X504 terminal block pre-assembly 
9) Support beam 
10) Insulating cover 
11) Inlet cooling fan pre-assembly 
12) Lower support for new CMF 
13) Insulator 
14) New CMF pre-assembly 
15) Insulator 
16) Upper support for new CMF 
17) Connection bus bars for new CMF 
18) Connection bus bars for new Module 
19) New module 
20) Right sliding rail pre-assembly 
21) Left sliding rail pre-assembly 
22) Air baffle 
23) Air baffle 
24) Insulating cover 
25) New OS Switch 
26) Air baffle 
27) Main contactor pre-assembly 
28) Insulating support 
29) Upper connection bus bars for new OS 
30) Support for contactor 
31) Air baffle 
32) Assembly plate for new OS 
33) Insulator 
34) Lower connection bus bars for new OS 
35) Lifting plate for new module 
36) Sliding plate for new module 
37) Spacer for new module 
38) Insulating cover 
39) Support beam for new module 
40) Adapter plate for new module 
41) Connection bus bar for new du/dt 
42) New du/dt 
43) Support for new du/dt 
44) Extension rail for new module 
45) Support for extension rail 

 

 

Part No. Material Weight / kg 

 

 

 

 

1 

Sheet metal parts, painted: Zn coated steel, polyester coated paint 
Sheet metal parts: Zn coated steel 
Swing handle triangle: Zn die cast 
Swing handle: PA 
Hinge: ZnAl14Cu1, black-chromated Zn 
Filter: Various materials, see manufacturer’s instructions 
Gasket: Neoprene 
Seal: EPDM, CR, SBR 
Electrical components: Various 
Insulation sheet: PC 

<15 
<5 
<0.1 
<1 
<2 
<2 
<1 
<1 
<0.5 
<0.5 

2 Sheet metal: Zn coated steel 
Sealing ring: EPDM, CR, SBR 
Cable duct: PVC 
Cable tie: PC 
Electrical component: Various 

<3 
<0.1 
<0.1 
<0.1 
<6 



 

3,4,5,9,12,16,30,32 
35,36,37,39 
40,43,44,45 

Sheet metal: Zn coated steel <1 

 

6 

Sheet metal: Zn coated steel 
Cable tie: PC 
Electrical components: Various 

<1 
<0.5 
<2 

7 Sheet metal: Zn coated steel 
Cable tie: PC 
Cable duct: PVC 

<1 
<0.5 
<0.1 

8 Sheet metal: Zn coated steel 
Cable tie: PC 
Electrical component: Various 

<1 
<0.1 
<1 

10,22,23,24,26,31,38 Insulating sheet: PC <0.5 

11 Sheet metal: Zn coated steel 
Electrical components: Various 

<2 
<2 

13,15,33 Insulator: Epoxy <0.5 

14 Bus bars: Sn coated Cu 
Insulating sheet: GPO-3 
Insulating sheet: PC 
Insulator: Epoxy 
Common mode choke: ferrite iron 

<0.5 
<0.1 
<0.1 
<0.2 
<2 

17,18,29,34,41 Bus bars: Sn coated Copper <1 

19 ACS880-01 module --- see related hardware manual >25 

20 Sheet metal: Zn coated steel <1 

21 Sheet metal: Zn coated steel 
Insulating sheet: PC 
Edge protection: rubber 

<1 
<0.1 
<0.1 

25 OS switch --- see related data sheet <5 

27 Bus bars: Sn coated Cu 
Insulating sheet: GPO-3 
Electrical component: Various 

<0.5 
<0.1 
<5 

28 Insulating sheet: GPO-3 <0.1 

42 Du/dt--- see related data sheet >25 

  



 

1.6 ACS800-17 / -37 frame 

 General view of cabinet parts 

 

1) Sliding rail  
2) Module support 
3) Extension rail & support 
4) Main contactor pre-assembly 
5) Transformer pre-assembly 
6) Power supply & support 
7) FEA-03 & support 
8) CMF & support 
9) Main switch, terminals & support 
10) Sliding rail 
11) Switch protection shrouds 
12) Cooling fans pre-assembly 
13) X504 pre-assembly 
14) Module protection shroud 
15) Door 
16) Old ACS800 installation 

 

 

Part no Material Weight / kg 

1,2,3,10 Sheet metal: Zn coated steel <6 

 

4 

Sheet metal: Zn coated steel 
Bus bars: Sn coated Cu 
Insulation support: epoxy, steel 
Electrical components: Various 

<1 
<1 
<0.5 
<2 

 

5 

Sheet metal: Zn coated steel 
Edge protection: rubber 
Cable tie: PC 
Electrical component: Various 

<1 
<0.5 
<0.1 
<6 

 

6 

Sheet metal: Zn coated steel 
Electrical components: Various 

<1 
<2 

 

7 

Sheet metal: Zn coated steel 

Electrical components: Various 

<0.5 
<1.5 

 

8 

Sheet metal: Zn coated steel 
Edge protection: rubber 
Common mode choke: ferrite iron 
 

<2 
<0.5 
<2 



 

 

9 

Sheet metal: Zn coated steel 
Bus bars: Sn coated Cu 
Insulation support: epoxy, steel 
Insulation plate: GPO-3 
Electrical component: Various 

<1.5 
<2 
<0.5 
<0.2 
<10 

11 Insulation sheet: PC <0.5 

 

12 

Sheet metal: Zn coated steel 
Cable lead through: rubber 
Electrical components: Various 

<0.5 
<0.5 
<1.5 

 

13 

Sheet metal: Zn coated steel 
Bus bars: Sn coated Cu 
Cable tie: PC 
Electrical components: Various 

<1 
<0.1 
<0.1 
<2 

 

14 

Sheet metal: Zn coated steel 
Insulation sheet: PC 

<0.2 
<0.5 

 

 

 

 

15 

Sheet metal parts, painted: Zn coated steel, polyester coated paint 
Sheet metal parts: Zn coated steel 
Swing handle triangle: Zn die cast 
Swing handle: PA 
Hinge: ZnAl14Cu1, black-chromated Zn 
Filter: Various materials, see manufacturer’s instructions 
Gasket: Neoprene 
Seal: EPDM, CR, SBR 
Electrical components: Various 
Insulation sheet: PC 

<15 
<5 
<0.1 
<1 
<2 
<2 
<1 
<1 
<0.5 
<0.5 

  



 

— 
2 Modules 
 
Recycling of the modules 

Model Instructions 

ACS880R-07F6 3AXD50000137688 

ACS880R-107S6 3AXD50000153909 

ACS880R-207S6 3AXD50000153909 

ACS880R-307S6 3ADW000494R 

ACS880R-407S6 3ADW000494R 

ACS880R-807S6 3ADW000494R 

ACS880R-107F6 3AXD50000153909 

ACS880U-07S6 3AUA0000149383 

ACS880U-07S8 3AUA0000149383 

ACS880U-17S8 3AUA0000149383 

ACS880U-37S8 3AUA0000149383 

ACS880R-x07LCS6 3AXD50000153909 

ACS880R-1007LCS6 3AXD50000153909 

 
 

  

https://search.abb.com/library/Download.aspx?DocumentID=3AXD50000137688&LanguageCode=en&DocumentPartId=1&Action=Launch
https://library.abb.com/d/3AXD50000153909
https://library.abb.com/d/3AXD50000153909
https://search.abb.com/library/Download.aspx?DocumentID=3ADW000494R&LanguageCode=en&DocumentPartId=&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=3ADW000494R&LanguageCode=en&DocumentPartId=&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=3ADW000494R&LanguageCode=en&DocumentPartId=&Action=Launch
https://library.abb.com/d/3AXD50000153909
https://search.abb.com/library/Download.aspx?DocumentID=3AUA0000149383&LanguageCode=en&DocumentPartId=1&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=3AUA0000149383&LanguageCode=en&DocumentPartId=1&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=3AUA0000149383&LanguageCode=en&DocumentPartId=1&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=3AUA0000149383&LanguageCode=en&DocumentPartId=1&Action=Launch
https://library.abb.com/d/3AXD50000153909
https://library.abb.com/d/3AXD50000153909


 

3 Package & Manuals 
The product package is made of corrugated board, plywood or wood. 

The package is covered with plastic covering made of polyethylene (PE-LD) and tied with polypropylene (PP) or steel bands. 
Option boards are in protective polyethylene (PE-LD) bags. 

You can recycle all materials used in the package. 

To avoid pollution caused by unnecessary transportation, the factory does not take back used packages. Contact your local 
ABB office for package recycling instructions if needed. 

ABB recommends package recycling as it preserves raw materials and reduces waste being landfilled. 

 

Product manuals and sales brochures 

To save natural resources and reduce paper waste, all product manuals are available in ABB Library and on the Internet. 
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Contact us 
 

www.abb.com/drives 
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