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TE Econoseal Series
Backshell series for TE Econoseal J MK2 Connectors

Secure cable protection with the  
TE Econoseal J MK2 plug and 
receptacle backshell interface 
for 2, 3 and 4 way connectors

Features & Benefits:
• Only major manufacturer globally of backshells for 

the TE Econoseal range of connectors
• Provides means to securely connect harness 

conduits to the harness connector 
-Suitable for plug type  
-Suitable for receptacle type

• Mechanical protection and a degree of ingress 
protection against dust

• Improves strain relief
• Abrasion and vibration protection
• Protects from steam and full force of jet washing
• Boasts a secure, tamper resistant clip system

Applications:
• Construction vehicles
• Agricultural machinery
• Trucks and other heavy duty vehicles
• Special vehicles
• Electric bus
• Autobus
 

Material:
• Polyamide 66 (Nylon)
    - UV Resistant
    - Heat Stabilised

Temperature range:
• Normal use -40 to +120oC (-40 to +248)oF

Ingress protection:
• IP40

Chemical resistance guide:
• Please refer to TDS000081 

Compatible with:
• Conduit types 

All Harnessflex conduits
• Connector types 

TE Econoseal J Mk2
   - 2 way plug -  174352-2
   - 2 way receptacle -  174354-2
   - 3 way plug -   2822390-1
   - 3 way receptacle -  174359-2
   - 4 way plug -   174257-2
   - 4 way receptacle -  174259-2



T
E

 E
co

n
o

se
al

  |
 T

ec
h

n
ic

al
 d

at
a 

sh
ee

t 
 | 

T
D

S
0

0
0

4
67

 

Product selection
Part no: Dimensions 

Weight Conduit 
Size (NC)A B C

Straight Interface Series

Plug

CI08-ES2P 35.1 17.4 14.7 2.9 g 08

CI08-ES3P 34.9 22.9 14.7 2.9 g 08

CI10-ES4P 33.8 17.4 21.9 3.5 g 10

Receptacle

CI08-ES2R 41.5 23.6 23.4 3.6 g 08

CI08-ES3R 47.2 27.4 24.0 5.1 g 08

CI10-ES4R 42.3 23.6 30.0 4.3 g 10

90° Elbow Interface Series

Plug

CI08-90-ES2P 28.7 50.2 19.3 5.4 g 08

CI10-90-ES2P 38.5 50.3 19.3 5.7 g 10

CI12-90-ES2P 29.3 56.5 19.3 5.5 g 12

CI08-90-ES3P 28.7 50.0 19.3 5.7 g 08

CI10-90-ES3P 38.5 50.0 19.3 5.8 g 10

CI12-90-ES3P 29.3 50.0 19.3 5.8 g 12

CI10-90-ES4P 38.5 49.3 21.9 2.8 g 10

CI12-90-ES4P 29.3 49.2 21.9 2.6 g 12

CI16-90-ES4P 33.6 50.2 21.9 6.0 g 16

Receptacle

CI08-90-ES2R 28.7 56.5 23.4 4.1 g 08

CI10-90-ES2R 38.5 56.5 23.4 4.4 g 10

CI12-90-ES2R 29.3 56.5 23.4 4.1 g 12

CI08-90-ES3R 28.7 61.0 24.0 7.7 g 08

CI10-90-ES3R 38.5 61.0 24.0 8.0 g 10

CI12-90-ES3R 29.3 61.0 24.0 7.7 g 12

CI10-90-ES4R 38.5 56.4 30.0 5.2 g 10

CI12-90-ES4R 29.3 56.3 30.0 5.0 g 12

CI16-90-ES4R 33.6 58.3 30.0 6.0 g 16

Colour: Black as standard
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We reserve the right to make technical changes or modify the contents of this document 
without prior notice. With regard to purchase orders, the agreed  particulars shall prevail. 
ABB does not accept any responsibility whatsoever for potential errors or possible lack of 
information in this document.

We reserve all rights in this document and in the subject matter and illustrations contained 
therein. Any reproduction, disclosure to third parties or utilisation of its contents – in whole 
or in parts – is forbidden without prior written consent of ABB. Copyright© 2020 ABB
All rights reserved
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ABB Cable Management Products Ltd
Station Road 
Coleshill 
Birmingham 
B46 1HT

abb.com
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