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BL ACKBURN® -  EZGROUND®

Grounding and Bonding

1. Innovative grounding solutions
2. Innovative bonding solutions

—
01 Dimensions
Frame: 24 in. W x 54 in. H x 24 in. D
Header: 24 in. W x 7 in. H

—
01 



tnb.ca.abb.com
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Plan-O-Gram Display unit

Cat. No. Description
Qty/

Pkg
Order 

Qty

A1 54105 Std. barrel, single hole 1/4 in., Cu, 6 AWG, #6 Weld, 61/24 50 50 

A2 54140 Std. barrel, single hole 1/4 in., Cu, 4 AWG, 91/24 50 50 

A3 54811BE 
Long barrel, two hole 1/2 in., DB, 
Cu, 2 AWG, Flex 3 AWG, 125/24 10 30 

A4 256-30695-593 
Long barrel, two hole 1/2 in., DB, 

Cu, 1/0 AWG, Flex 1 AWG, 225/24 5 20 

A5 54862BE 
Long barrel, two hole 1/2 in., DB

Cu 2/0 AWG, Flex 1/0 AWG, 275/24 10 20 

A6 54866BE 
Long barrel, two hole 1/2 in., DB

Cu, 4/0 AWG, Flex 3/0 AWG, 450/24 10 20 

A7 CTP22 C-Tap, Cu, DB, main 6 –2 AWG; tap 6 – 2 AWG 25 50 

A8 CTP202 C-Tap, Cu, DB, main 1 – 2/0 AWG; tap 6 – 2 AWG 25 50 

A9 CTP2020 C-TAP, Cu, DB, main 1–2/0 AWG; tap 1 –2/0 AWG 25 50 

A10 CTP25020 C-TAP, Cu, DB, main 3/0 – 250 kcmil; tap 6 –2/0 25 20 

A11 CTP250250 C-TAP, Cu, DB, main 3/0 – 250 kcmil; tap 3/0 –250 kcmil 25 20 

A12 54895 
Figure 6, Cu, DB; main 250 kcmil - 500 kcmil

or 5/8 in. - 3/4 in. rod; tap 3/0 str - 250 kcmil 25 50 

A13 54890 
Figure 6, Cu, DB; main 250 kcmil - 500 kcmil

or 5/8 in. - 3/4 in. rod; tap 1/0 - 2/0 AWG 25 50 

A14 54860 
Figure 6, Cu, DB; main 1/0 - 250 kcmil

or 1/2 in. - 5/8 in. rod; tap 1/0 str - 2/0 AWG 25 25 

A15 GR34-202 Figure 8, Cu, DB; 3/4 in. rod with 2 – 2/0 AWG 25 25 

A16 54875LR34 Figure 6 to 8, Cu, DB, 2 AWG - 250 kcmil, 3/4 in. rod 25 25 

A17 54875L 
Fig. 6 to 8, Cu, DB, Main 2 – 250 kcmil,

1/2 - 5/8 in. rod or 2 – 250 kcmil 25 25 

A18 54895L 
Figure 6 to 8, Cu, DB; main 250 kcmil–500 kcmil,

5/8 – 3/4 in. rod; tap 2 –250 kcmil, 3 - 4 Rebar 25 25 

A19 GR34-40250 Figure 6 to 8, Cu, DB, 3/4 in. rod with 3/0 – 250 kcmil 25 25 

A2

Cat. No. Description
Qty/

Pkg
Order 

Qty

B1 ADR6 Single hole 1/4 in., Cu / Al, 14 - 6 AWG 50 200 

B2 ADR21 Single hole 1/4 in., Cu / Al, 14 - 2/0 AWG 25 50 

B3 SP4SL Service post long stud, Cu, 8 -1 AWG 100 200 

B4 SP6SS Service post, Cu, 2 -2/0 AWG 25 150 

B5 SP6SL Service post long stud, Cu, 2 -2/0 AWG 25 150 

B6 SP6DS Service post double conductor, Cu, 2 -2/0 AWG 25 150 

B7 JAB58H Ground rod clamp, 5/8 in. rod, 8 - 1/0 AWG 50 50 

B8 JAB34C Ground clamp, 3/4 - 5/8 in. rod, 8 - 3/0 AWG 20 100 

B9 CI3106 Ground clamp: zinc alloy body, 1/2 to 1 in. pipe, 10 - 2 AWG 25 50 

B10 CI3108 
Ground clamp, steel zinc plated body, 1/2 to 1 in. 

pipe, 10 - 2 AWG 25 50 

B11 CI3110-U 
Ground clamp brass body, 1/2 to 1 in. pipe, 10 - 2 AWG, 

rod 5/8 - 1 in. 25 50 

B12 GTC13 Brass ground clamp, Cu, 4 - 2/0 AWG 25 50 

B13 GTC23 Brass ground clamp w/underpad, Cu, 4 - 2/0 AWG 25 50 

B14 GTC14 Brass ground clamp, Cu, 2/0 AWG - 250 kcmil 25 25 

B15 GTC24 Brass ground clamp w/underpad, Cu, 2/0 AWG - 250 kcmil 25 25 

B16 CTG250 Single or double ground clamp, Cu, 2 AWG - 250 kcmil 25 50 

B17 3902BU Bronze U-bolt, 1/2 - 1 in. pipe, Cu, 4 - 4/0 AWG 5 25 

B18 3903BU Bronze U-bolt, 2-1/2 - 2-1/2 in. pipe, Cu, 4 - 4/0 AWG 5 20 

B19 3904BU Bronze U-bolt, 1/2 - 1 in. pipe, Cu, 4 - 4/0 AWG 5 15 

B20 3905BU Bronze U-bolt, 4 - 5 in. pipe, Cu, 4 - 4/0 AWG 5 10 
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Side A – Compression 
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Side B – Mechanical 

GID# 7TKK001388  Copyright@ 2022 ABB All rights reserved. 

A17A16 A18 A19

B14B13 B15 B16 B17

B18B17 B19 B20

Refer to Quick-Pop brochure 
Template, ELIP Merchandising 

for display accessories and shelves.

https://www.tnbmobile.ca/portal/elmarketingtools/wp-content/uploads/2022/01/abb-quick-pop-elip-merchandising-brochure-abb-en-can.pdf

