T&B Liquidtight Systems

ON-LINE SELECTION TOOL

In just a few clicks...
Find the right cable protection solution — with
ingress ratings to match your industrial enclosure!

|deal for machine OEMs, panel
builders, system integrators,
contractors and more. The new
Cable Protection Systems (CPS)
selection tool enables users to
select UL 508A Section 19.0
compliant cable protection solutions
that match the ingress ratings of
their industrial enclosures.

Cable Protection Systems for Industrial Enclosures —
UL 508A, Table 19.1 compliant solutions

Proper selection helps ensure reliable,

long-life ingress protection performance

Avoid enclosure derating problems per

UL 508A, Table 19.2 procedure

Metallic and non-metallic solutions for

conduit fittings and cord connectors -
Selection tool matches UL, CSA, NEMA
and IEC IP enclosure ingress ratings

to T&B Liquidtight Systems® cable
protection solutions

Application vertical solutions include
general purpose, stainless steel/corrosion, - -
wide and extreme temperatures, food and
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beverage, aluminum, non-metallic halogen-
free and EMC

Selection tool database covers stainless
steel, mild steel, aluminum and non-metallic
enclosures for Hoffman and Carlon

product lines

Try it today

See how easy it is to get started now, or
contact your local ABB representative to
schedule a learning seminar.

HOFFMAN
R Carlon
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The CPS toolincorporates specs for all Carlon and
Hoffman enclosures to enable recommendation of
the optimal cable protection system.

* Hoffman is a trademark of Hoffman Enclosures, Inc.
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@ CPS selection tool


https://empower.abb.com/ecatalog/ec/EN_NA/c/Cable_Pro_Enc

Specific application verticals

« General purpose

« Low temperature (-60 °C, -50 °F)

« High temperature (+150 °C, +302 °F)
- Food and beverage

Corrosion (metallic and non-metallic)

o Aluminum
- Non-metallic

EMC (EMI/RFI)

- Halogen free

Rail/rolling stock

System ingress rating summary

- UL50E: Type 3, 3R, 4,6, 4X, 12,13
« CSA: Type 3,3R, 4,6,4X,12,13

- NEMA: Type 3, 3R, 4, 6, 4X, 12,13
- IEC/EN: IP66, 67, 68, 69

CPS components

« Fittings (metallic/non-metallic)
« Conduit (metallic/non-metallic)

« Seal gaskets

« Cord connectors and cable glands

: Adaptafie.
Ingress ratings = 'I‘ypaSAl:'lURL-ln (20mm) A" c“us
- UL/CSA
- Indoor: Type 4X, 12,13
- Outdoor: Type 3, 3R, 4, 4X .
. IEC —_— L
- IP66, IP67, IP68, IP69 1
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Type LTAE - Aluminum, CE Certified
Liquid-tight flexible metallic conduit

“Quick Select Tables” — Complete BOM generator with Technical Data Sheet active links

Quick Select Table: LTFU Blue AM Food & Bev, UL Listed

LT Fitting Ingress Ratings: System Temperature Ratings:
UL Listed Indoor:  Type 4,6, 12,13 uL Dry:  -30t0 +105°C (22 to +221°F)
UL Listed Outdoor:  Type 3, 38, 4, 6 ol
Type3, 3R,4,12,13 Wet: 300 +60°C (-22 to +140°F)
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LTFU Blue AM Liquid-tight Flexible Metallic Conduit:
Technical Data Sheet: TDS000569
Chenmical Resistance Guide:

Series 52/53 Liquid-tight Fitting References:
Technical Data Sheet: TDS000126, TDS000124
Chenical Resistance Guide: ~ Contact T&B Tech Support

SAM One Piece Liquid-tight Fitting References:
Technical Data Sheet:  Type SAM

3010 +70°C (-2 to +158°F) GM7656

CSA Certified: UL360 ULFile:  E125517 UL5148 ULFile: £23018 UL5148 ULFile: E60625

NEMA: Type 3, 3R,4,12,13 CsA: Dry:  -30to +105°C (-22 to +221°F) CSAC222,No.56  CSAFile: LR-72635 CSAC222,No. 18 CSAFile: [R4484, 1R-2884  IEC61386-1,-23  EUDOC: EC-012-15-025
IEC Ingress: 1P66, IP67, IP6S, IP69 EC/CE: Gen: 2510 +90°C (13 to +194°F) IEC 61386-1, -23 EUDoC: EC-012-16-102 IEC 61386-1, -23 EUDoC: EC-012-15-025
Typical Applications: ~LTFU Blue UL Listed Food & Bev "Antomicrobial” LEMC utilizes a FDA compliant compound, formulated for "splash zone" food and beverage contact per FDA CFR21 and NSF 51/61 requirements.
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ABB Installation Products Inc.
Electrification Business

860 Ridge Lake Blvd.
Memphis, TN 38120

electrification.us.abb.com
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TéBL:;;mdhgm Systems

Note: Products must be installed in accordance with applicable national and local electrical codes

ABB has made every attempt to ensure the
accuracy and reliability of the contents of
this document. However, all content is
provided for general informational
purposes only, and ABB makes no guaranty
or warranty, express or implied, as to the
accuracy of any technical content, or that
the information contained in this
publication will be error free and all such
guarantees or warranties are expressly
disclaimed. ABB may change or modify

the contents at any time, without prior
notice. We reserve all rights in this
document and in the subject matter

and illustrations contained therein. Any
reproduction or utilization of its contents —
in whole orin parts —is forbidden without
prior written consent of ABB.

© 2023 ABB Installation Products Inc.
and/or its affiliated companies.

All rights reserved.
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