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NOTES:

INSTALLATION SHALL COMPLY WITH ALL APPLICABLE NATIONAL, STATE, AND LOCAL CODES.1.

REFER TO PRODUCT DOCUMENTATION FOR ADDITIONAL DETAILS PRIOR TO SITE PREPARATION OR 2.
INSTALLATION.

CABINET CONSTRUCTION: NEMA 1 (IP20) ENCLOSURE, 14 GA. STEEL FRAME, 16 GA. STEEL PANELS.3.

FINISH:  OUTER PANELS, POWDERCOAT, MIDNIGHT BLACK.4.
               REAR AND INSIDE PANELS, GALVANIZED ZINC ELECTROPLATE.

TOTAL WEIGHT:  1944 LB (881 kg).5.

CABLE ENTRY TOP OR BOTTOM, AS CONFIGURED PER CUSTOMER SPECIFICATION (TOP ENTRY SHOWN).6.

FRONT ACCESS ONLY FOR SERVICE AND MAINTENANCE.7.

MINIMUM 16" [400mm] TOP CLEARANCE REQUIRED FOR VENTILATION, IF THERE IS NO SIDE ACCESS.8.

DO NOT BLOCK VENTILATION AREAS.9.

BUSBAR TERMINALS FURNISHED WITH NEMA 2-HOLE LANDINGS, 1.75" SPACING, 1/2-13 UNC THREAD.10.
SEE SHEET 2 FOR DETAILS.

DESIGNED FOR CABLE SIZES UP TO:11.
INPUT, OUTPUT:  3X 250 MCM
DC BATTERY:       4X 250 MCM

OPERATING TEMPERATURE:  0 TO 40°C.12.
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(SEE NOTE 3)
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SECTION A-A
(TOP FEED EXAMPLE)

(SEE NOTE 3)

NOTES:

INSTALLATION SHALL COMPLY WITH ALL APPLICABLE NATIONAL, STATE, 1.
AND LOCAL CODES.

REFER TO PRODUCT DOCUMENTATION FOR ADDITIONAL DETAILS PRIOR 2.
TO SITE PREPARATION OR INSTALLATION.

BOTTOM FEED TERMINAL DISTANCES FROM BOTTOM PAN:3.

ACTIVE UNIT

PASSIVE UNIT

AC MAINS A 22.9  [583]
AC MAINS B 24.5  [621]
AC MAINS C 25.9  [659]
BYPASS A 16.9  [431]
BYPASS B 18.5  [469]
BYPASS C 19.9 [507]
OUTPUT A 10.9  [279]
OUTPUT B 12.5  [317]
OUTPUT C 13.9  [355]

PE 27.9  [710]
DC POS 20.5  [520]
DC NEG 25.5  [647]
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