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Socket outlet with lid IP54
Maximum security in the minor space

New bipolar schuko socket outlet IP54 3288 indicated for
boxes panels, boxes with industrial sockets, boxes for
recharge point for electric vehicles, machine tools etc..

Versatility
Different possibilities offered by its wide range of 4 finishes:
gray, white, blue and black, that gives to this socket outlet
3288 versatility and makes it adaptable to any aesthetic
condition.

Comfort
Accessibility and comfort to connect the socket through the
lid opening to 180°.

High level protection
The socket 3288 offers a high level of protection against
moisture or environmental conditions through its IP54 and
against impacts through its IK08.
The bipolar socket outlet 3288, is particularly suitable for 
installation in applications where it is needed to ensure a
high level of protection against impacts and sealing.
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For more information, please contact:

Asea Brown Boveri, SA
División Low Voltage Products

Pol. Ind. de Aranguren, 6
20180 Oiartzun

Customer Service
Tel.: +34 902 11 15 11
Fax:  +34 900 48 49 50

www.abb.es/niessen

Order Data

Code Ref. Description Ud./Pack

2CL0328800 3288 GR Socket outlet IP54 for panels grey 10

2CL0328801 3288 BL Socket outlet IP54 for panels white 10

2CL0328805 3288 NG Socket outlet IP54 for panels black 10

2CL0328807 3288 AZ Socket outlet IP54 for panels blue 10

Technical information

Protection*: IP54, IK08
Voltage: 250V
Max. current: 16A
Lid opening: 180°
Rules: UNE 20315 / IEC 60884-1

Finishes: Grey  White Black   Blue
RAL 7035   RAL 9010      RAL 9005        RAL 5015

* NOTE: The degree of protection IP54 is guaranteed when the socket is installed on smooth surface, with the lid closed.
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