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—
Indulux escape route signalisation
Industrial & design

All-in-one tubular emergency lighting
• Mounting, wiring and expanded flexibility
• Stainless steel solution resisting dust 

and water (IP68)
• Rapid maintenance with sliding electronic 

base module

—
Luminaire

Order Code Description

102601K Indulux Cable Entry Cover Kit

102702K Indulux Battery replacement

—
Accessories

Order code Description Input voltage Lamp type

Lamp 
output  

(lm)

Power 
consumption 

(VA/W)

Operation 
/ duration 

(hrs)
Environment  

temp. (oC)
Weight  

(kg)

CTIND3LS5 Indulux LED S/S M3 CT 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

CTIND3LS5DS Indulux LED D/S M3 CT 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

IND1LS5 Indulux LED S/S 230V CPS 220-240 AC/DC 0-60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND1LS5DS Indulux LED D/S 230V CPS 220-240 AC/DC 0-60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LS5DSLTC Indulux LED D/S 230V LTC 220-240 AC 50/60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LSLTC Indulux LED S/S 230V LTC 220-240 AC 50/60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND3LS5 Indulux LED S/S M3 ST 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

IND3LS5DS Indulux LED D/S M3 ST 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

Pictograms included = Left, right, up, down and blank 
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