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Conduit
Fastening clips for conduit

Fastening clips for conduit

ABB oA 2B (o] PG Load Material Quantity

Part No. order code (mm) (mm) (mm) type rating finishes (pieces)

GM-1219 7TCA084030R1302 12-19 6.5 44 7/9/11 45 F8+ 100

GM-1926 7TCA084030R1305 19-26 6.5 44 13.5/16 45 F8+ 100

GM-2632 7TCA084030R1310 26-32 6.5 55 21 45 F8+ 100

GM-3240 7TCA084030R1312 32-40 6.5 68 29 45 F8+ 100

GM-4047 7TCA084030R1315 40-47 6.5 79 36 45 F8+ 100

GM-4757 7TCA084030R1317 47-57 6.5 87 36/42 45 F8+ 100
Fastening clips for conduit

ABB T oA PG Load Material Quantity

Part No. order code (mm) (mm) type rating (kg) finishes (pieces)

FM-313T 7TCA084030R1270 3-5 16-25 11/13.5/16 45 F8+ 100

6-9 16-20 11/13.5 45 F8+ 100

9-13 16 11 45 F8+ 100

FM-320T 7TCAO084030R1274 3-5 20-38 13.5/16/21/29 45 F8+ 100

6-9 20-35 13.5/16/21 45 F8+ 100

9-13 20-30 13.5/16/21 45 F8+ 100

13-16 20-25 13.5/16 45 F8+ 100

16-20 20 13.5 45 F8+ 100

ABB aC 2D PG Load Material Quantity

Part No. order code (mm) (mm) type rating (kg) finishes (pieces)

FM-313T 7TCA084030R1270 20 Max M6/M8/M10 11 22 F8+ 100

FM-320T 7TCAO084030R1274 40 Max M6/M8/M10 29 22 F8+ 100




CONDUIT 19
Conduit
Fastening & girder clips for conduit
Fastening clips for conduit
ABB A 2B [of PG Load Material Quantity
Part No. order code (mm) (mm) (mm) type rating(kg) finishes (pieces)
IM-1825 7TTCAO084030R1451 18-22 6.5 33 11/13.5/16 11 F8+ 100
IM-2229 7TCA084030R1455 22-29 6.5 38 16/21 11 F8+ 100
IJM-2933 7TCA084030R1459 29-33 6.5 43 - 11 F8+ 100
[
Girder clips for conduit
ABB T 2 PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
AH153-GM1219 7TCA084030R0544 1.5-3 12-19 7/9/11 12 F8+ 25
AH153-GM1926 7TCA084030R0546 1.5-3 19-26 13.5/16 12 F8+ 25
AH153-GM2632 7TCA084030R0548 1.5-3 26-32 21 12 F8+ 25
AH153-GM3240 7TCA084030R0550 1.5-3 32-40 29 12 F8+ 25
AH153-GM4047 7TCA084030R0552 1.5-3 40-47 36 12 F8+ 25
AH153-GM4757 7TCA084030R0554 1.5-3 47-57 36/42 12 F8+ 25
AH38-GM1219 7TCA084030R0593 3-8 12-19 7/9/11 12 F8+ 25
AH38-GM1926 7TCA084030R0595 3-8 19-26 13.5/16 12 F8+ 25
AH38-GM2632 7TCA084030R0598 3-8 26-32 21 12 F8+ 25
AH38-GM3240 7TCA084030R0600 3-8 32-40 29 12 F8+ 25
AH38-GM4047 7TCA084030R0602 3-8 40-47 36 12 F8+ 25
AH38-GM4757 7TCA084030R0604 3-8 47-57 36/42 12 F8+ 25
AH814-GM1219 7TCA084030R0650 8-14 12-19 7/9/11 12 F8+ 25
AH814-GM1926 7TCA084030R0652 8-14 19-26 13.5/16 12 F8+ 25
AH814-GM2632 7TCA084030R0655 8-14 26-32 21 12 F8+ 25
AH814-GM3240 7TCA084030R0657 8-14 32-40 29 12 F8+ 25
AH814-GM4047 7TCA084030R0659 8-14 40-47 36 12 F8+ 25
AH814-GM4757 7TCA084030R0661 8-14 47-57 36/42 12 F8+ 25
AH1420-GM1219 7TCA084030R0487 14-20 12-19 7/9/11 12 F8+ 25
AH1420-GM1926 7TCA084030R0489 14-20 19-26 13.5/16 12 F8+ 25
AH1420-GM2632 7TCA084030R0493 14-20 26-32 21 12 F8+ 25
AH1420-GM3240 7TCA084030R0495 14-20 32-40 29 12 F8+ 25
AH1420-GM4047 T7TCA084030R0497 14-20 40-47 36 12 F8+ 25
AH1420-GM4757 7TCA084030R0499 14-20 47-57 36/42 12 F8+ 25
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Conduit
Girder clips for conduit

Girder clips for conduit

ABB T o PG Load Material Quantity
Part No. order code (mm) (mm) type rating(kg) finishes (pieces)
AH38-IM1825 7TCA084030R0606 3-8 18-22 11/13.5/16 7 F8+ 25
AH38-IM2229 7TCA084030R0610 3-8 22-29 16/21 7 F8+ 25
AH38-IJM2933 7TCA084030R0614 3-8 29-33 - 7 F8+ 25
AH814-IM1825 7TCA084030R0663 8-14 18-22 11/13.5/16 7 F8+ 25
AH814-IM2229 7TCA084030R0667 8-14 22-29 16/21 7 F8+ 25
AH814-IM2933 7TCA084030R0671 8-14 29-33 - 7 F8+ 25
AH1420-IM1825 7TCA084030R0501 14-20 18-22 11/13.5/16 7 F8+ 25
AH1420-JM2229  7TCA084030R0504 14-20 22-29 16/21 7 F8+ 25
AH1420-JM2933  7TCA084030R0507 14-20 29-33 - 7 F8+ 25

o
A
Girder clips for conduit

ABB T [] PG Load Material Quantity
Part No. order code (mm) (mm) type rating(kg) finishes (pieces)
AH38-IJM1825R 7TCA084030R0608 3-8 18-22 11/13.5/16 7 F8+ 25
AH38-IM2229R 7TCA084030R0612 3-8 22-29 16/21 7 F8+ 25
AH814-IJM1825R  7TCA084030R0665 8-14 18-22 11/13.5/16 7 F8+ 25
AH814-JM2229R  7TCA084030R0669 8-14 22-29 16/21 7 F8+ 25
AH814-JM2933R  7TCA084030R0673 8-14 29-33 - 7 F8+ 25
AH1420-IJM1825R 7TCA084030R0503 14-20 18-22 11/13.5/16 7 F8+ 25
AH1420-JM2229R 7TCA084030R0506 14-20 22-29 16/21 7 F8+ 25
AH1420-JM2933R  7TCA084030R0509 14-20 29-33 - 7 F8+ 25




Conduit

Purlin clips for conduit

Purlin clips for conduit
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ABB T ] PG Load Material Quantity
Part No. order code (mm) (mm) type rating(kg) finishes (pieces)
AV155-GM1219 7TCA084030R0772 1.5-4 12-19 7/9/11 12 F8+ 25
AV155-GM1926 7TCA084030R0775 1.5-4 19-26 13.5/16 12 F8+ 25
AV155-GM2632 7TCA084030R0779 1.5-4 26-32 21 12 F8+ 25
AV155-GM3240 7TCA084030R0782 1.5-4 32-40 29 12 F8+ 25
AV155-GM4047 7TCA084030R1909 1.5-4 40-47 36 12 F8+ 25
AV155-GM4757 7TCA084030R0784 1.5-4 47-57 36/42 12 F8+ 25
AV57-GM1219 7TCA084030R0817 4.5-7 12-19 7/9/11 12 F8+ 25
AV57-GM1926 7TCA084030R0818 4.5-7 19-26 13.5/16 12 F8+ 25
AV57-GM2632 7TCA084030R0820 4.5-7 26-32 21 12 F8+ 25
AV57-GM3240 7TCA084030R1910 4.5-7 32-40 29 12 F8+ 25
AV57-GM4047 7TCA084030R1911 4.5-7 40-47 36 12 F8+ 25
AV57-GM4757 7TCA084030R0821 4.5-7 47-57 36/42 12 F8+ 25
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Purlin clips for conduit

ABB T [4] A PG Load Material Quantity
Part No. order code (mm) (mm) (mm) type rating(kg) finishes (pieces)
AV155-GM1219R 7TCA084030R0774 1.5-4 12-19 Max 7/9/11 12 F8+ 25
AV155-GM1926R  7TCA084030R0778 1.5-4 19-26 Max 13.5/16 12 F8+ 25
AV155-GM2632R  7TCA084030R0781 1.5-4 26-32 Max 21 12 F8+ 25
AV57-GM1219R 7TCA084030R1912 4.5-7 12-19 Max 7/9/11 12 F8+ 25
AV57-GM1926R 7TCA084030R1913 4.5-7 19-26 Max 13.5/16 12 F8+ 25
AV57-GM2632R 7TCA084030R1914 4.5-7 26-32 Max 21 12 F8+ 25
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Conduit

Girder clips for conduit

Girder clips for conduit

E-KLIPS SPRING STEEL FASTENERS ELECTRICAL & MECHANICAL FIXING SYSTEMS

ABB T [} PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
EH38-GM1219 7TCA084030R1133 3-8 12-19 7/9/11 45 F8+ 25
EH38-GM1926 7TCA084030R1135 3-8 19-26 13.5/16 45 F8+ 25
EH38-GM2632 7TCA084030R1138 3-8 26-32 21 45 F8+ 25
EH38-GM3240 7TCA084030R1140 3-8 32-40 29 45 F8+ 25
EH38-GM4047 7TCA084030R1142 3-8 40-47 36 45 F8+ 25
EH38-GM4757 7TCA084030R1144 3-8 47-57 36/42 45 F8+ 25
EH814-GM1219 7TCA084030R1163 8-14 12-19 9-11 45 F8+ 25
EH814-GM1926 7TCA084030R1165 8-14 19-26 13.5/16 45 F8+ 25
EH814-GM2632 7TCA084030R1168 8-14 26-32 21 45 F8+ 25
EH814-GM3240 7TCA084030R1170 8-14 32-40 29 45 F8+ 25
EH814-GM4047 7TCA084030R1172 8-14 40-47 36 45 F8+ 25
EH814-GM4757 7TCA084030R1174 8-14 47-57 36/42 45 F8+ 25
EH1420-GM1219 7TCA084030R1105 14-20 12-19 9-11 45 F8+ 25
EH1420-GM1926 7TCA084030R1107 14-20 19-26 13.5/16 45 F8+ 25
EH1420-GM2632 7TCA084030R1109 14-20 26-32 21 45 F8+ 25
EH1420-GM3240 7TCA084030R1111 14-20 32-40 29 45 F8+ 25
EH1420-GM4047 7TCA084030R1113 14-20 40-47 36 45 F8+ 25
EH1420-GM4757 T7TCA084030R1115 14-20 47-57 36/42 45 F8+ 25
EH38-IM1825 7TCA084030R1146 3-8 18-22 11/13.5/16 11 F8+ 25
EH38-IM2229 7TCA084030R1148 3-8 22-29 16/21 11 F8+ 25
EH38-IJM2933 7TCA084030R1150 3-8 29-33 - 11 F8+ 25
EH814-IM1825 7TCA084030R1176 8-14 18-22 11/13.5/16 11 F8+ 25
EH814-IM2229 7TCA084030R1178 8-14 22-29 16/21 11 F8+ 25
EH814-IM2933 7TCA084030R1180 8-14 29-33 - 11 F8+ 25
EH1420-IJM1825 7TCA084030R1117 14-20 18-22 11/13.5/16 11 F8+ 25
EH1420-IJM2229 7TCA084030R1119 14-20 22-29 16/21 11 F8+ 25
EH1420-IJM2933 7TCA084030R1121 14-20 29-33 - 11 F8+ 25

GM
T

M




CONDUIT 23
Conduit
Purlin & girder clips for conduit
Purlin clips for conduit
ABB T [] A PG Load Material Quantity
Part No. order code (mm) (mm) (mm) type rating(kg) finishes (pieces)
SM125-GM1219 7TCA084030R1771 <3.0 12-19 12.5 7/9/11 12 F2 25
SM125-GM1926 7TCA084030R1773 <3.0 19-26 12.5 13.5/16 12 F2 25
SM125-GM2632 7TCA084030R1775 <3.0 26-32 12.5 21 12 F2 25
SM125-GM3240 7TCA084030R1922 <3.0 32-40 12.5 29 12 F2 25
SM125-GM4047 7TCA084030R1923 <3.0 40-47 12.5 36 12 F2 25
SM125-GM4757 7TCA084030R1924 <3.0 47-57 12.5 36/42 12 F2 25
Girder clips for conduit
ABB T A 2B C Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
EH38-P15 7TCA084030R1152 3-8 15 M6 22 F8+* 25 25
EH38-P22 7TCA084030R1154 3-8 22 M6 22 F8+* 25 25
EH38-P28 7TCA084030R1157 3-8 28 M6 22 F8+* 25 25
EH814-P15 7TCA084030R1182 8-14 15 M6 22 F8+* 25 25
EH814-P22 7TCA084030R1184 8-14 22 M6 22 F8+* 25 25
EH814-P28 7TCA084030R1187 8-14 28 M6 22 F8+* 25 25
EH1420-P15 7TCA084030R1123 14-20 15 M6 22 F8+* 25 25
EH1420-P22 7TCA084030R1125 14-20 22 M6 22 F8+* 25 25
EH1420-P28 7TCA084030R1127 14-20 28 M6 22 F8+* 25 25
Tﬂr
C

* Conduit clips are made of Polypropylene
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Conduit

Girder clips for conduit or cable & purlin clips for conduit

Girder clips for conduit or cable

E-KLIPS SPRING STEEL FASTENERS ELECTRICAL & MECHANICAL FIXING SYSTEMS

ABB T A B C Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
EH38-RCC13 7TCA084030R1160 3-8 13 51 - F8+ 25 25
EH38-RCC15 7TCA084030R1162 3-8 15 53 - F8+ 25 25
EH814-RCC13 7TTCA084030R1191 8-14 13 51 - F8+ 25 25
EH814-RCC15 7TTCA084030R1193 8-14 15 53 - F8+ 25 25
EH1420-RCC13 7TCA084030R1129 14-20 13 51 - F8+ 25 25
EH1420-RCC15 7TCA084030R1131 14-20 15 53 - F8+ 25 25
RCC-6-FU 7TTCA084220R0349 - - 29 F8+ 100 25
RCC-8 7TTCA084220R0350 - - 31 F8+ 100 25
RCC-10 7TCA084220R0344 - 10 - 33 F8+ 100 25
RCC-13 7TCA084220R0345 - 13 - 36 F8+ 100 25
RCC-15 7TCA084220R0346 - 15 - 38 F8+ 100 25
RCC-20 TTCA084220R0347 - 20 - 43 F8+ 100 25
RCC-25 7TCA084220R0348 - 25 - 48 F8+ 100 25
Purlin clips for conduit
Load
ABB T A 2B C D PG rating Material Quantity
Part No. order code (mm) (mm) (mm) (mm) (mm) type (kg) finishes (pieces)
TMO03-GM1219 7TCA084030R1824 1-3 12-19 6.5 58 45° 7/9/11 45 F8+ 25
TMO03-GM1926 7TCA084030R1825 1-3 19-26 6.5 59 45° 13.5/16 45 F8+ 25
TMO03-GM2632 7TCA084030R1826 1-3 26-32 6.5 70 45° 21 45 F8+ 25
TMO03-GM3240 7TCA084030R1827 1-3 32-40 6.5 74 45° 29 45 F8+ 25
TMO03-GM4047 7TCA084030R1828 1-3 40-47 6.5 80 45° 36 45 F8+ 25
TMO03-GM4757 7TCA084030R1829 1-3 47-57 6.5 80 45° 36/42 45 F8+ 25
T
t
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CONDUIT 25

Conduit
Purlin clips for conduit & girder clamps for conduit

Purlin clips for conduit

Load

ABB T A 2B (o D PG rating Material Quantity
Part No. order code (mm) (mm) (mm) (mm) (mm) type (kg) finishes (pieces)
TM03-IM1825 7TCA084030R1830 1-3 18-22 6.5 63 45° 11/13.5/16 11 F8+ 25
TM03-IM2229 7TCA084030R1831 1-3 22-29 6.5 64 45° 13.5/21 11 F8+ 25
TMO03-IM2933 7TCA084030R1832 1-3 29-33 6.5 69 45° - 11 F8+ 25

T 2B
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Girder clamps for conduit

ABB T A PG Load Material Quantity
Part No. order code (mm) (mm) type rating finishes (pieces)
FH65-GM1219 7TCA084030R1251 Max 18 12-19 7/9/11 45 F8+ 25
FH65-GM1926 7TCA084030R1253 Max 18 19-26 13.5/16 45 F8+ 25
FH65-GM2632 7TCA084030R1254 Max 18 26-32 21 45 F8+ 25
FH65-GM3240 7TCA084030R1256 Max 18 32-40 29 45 F8+ 25
FH65-GM4047 7TCA084030R1258 Max 18 40-47 36 45 F8+ 25

FH65-GM4757 7TCA084030R1260 Max 18 47-57 36/42 45 F8+ 25
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Conduit

Girder clamps for conduit

Girder clamps for conduit

ABB T 2 PG Load Material  Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
FH107-GM1219 7TCA084030R1234 Max 18 12-19 7/9/11 12 F8+ 25
FH107-GM1926 7TCA084030R1236 Max 18 19-26 13.5/16 12 F8+ 25
FH107-GM2632 7TCA084030R1238 Max 18 26-32 21 12 F8+ 25
FH107-GM3240 7TCA084030R1240 Max 18 32-40 29 12 F8+ 25
FH107-GM4047 7TCA084030R1242 Max 18 40-47 36 12 F8+ 25
FH107-GM4757 7TCA084030R1925 Max 18 47-57 36/42 12 F8+ 25
3Nm @
e S
s y
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Girder clamps for conduit
ABB T [] PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
FH65-IJM1825 7TCA084030R1262 Max 18 18-22 11/13.5/16 11 F8+ 25
FH65-IJM2229 7TCA084030R1264 Max 18 22-29 13.5/21 11 F8+ 25
FH65-IJM2933 7TCA084030R1266 Max 18 29-33 - 11 F8+ 25
3NME D
Girder clamps for conduit
ABB T [7] PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
FH107-JM1825 7TCA084030R1245 Max 18 18-22 11/13.5/16 7 F8+ 25
FH107-JM2229 7TCA084030R1247 Max 18 22-29 13.5/21 7 F8+ 25
FH107-JM2933 7TCA084030R1249 Max 18 29-33 - 7 F8+ 25
3Nm T
1%}




CONDUIT 27
Conduit
T-bar clips & clips for conduit
T-bar clips for conduit
ABB 2 A PG Load Material  Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
PMB65-GM1219 7TCA084030R1685 12-19 74 7/9/11 F8+ 25 25
PMB65-GM1926 7TCA084030R1687 19-26 75 13.5/16 F8+ 25 25
PMB65-GM2632 7TCA084030R1908 26-32 86 21 F8+ 25 25
PMB65-GM3240 7TCA084030R1926 32-40 90 29 F8+ 25 25
PMB65-GM4047 7TCA084030R1927 40-47 92 36 F8+ 25 25
PMB65-GM4757 7TTCA084030R1692 47-57 90 36/42 F8+ 25 25
Clips for conduit
ABB oA 2B PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
GM1219-GM1926 7TCA084030R1320 12-19 19-26 13.5/16 45 F8+ 25
GM1219-GM2632 7TCA084030R1322 12-19 26-32 21 45 F8+ 25
GM1219-GM3240 7TCA084030R1928 12-19 32-40 29 45 F8+ 25
GM1219-GM4047 7TCA084030R1929 12-19 40-47 36 45 F8+ 25
GM1219-GM4757 T7TCA084030R1326 12-19 47-57 36/42 45 F8+ 25
GM1926-GM1926 7TCA084030R1328 19-26 19-26 13.5/16 45 F8+ 25
GM1926-GM2632 7TCA084030R1330 19-26 26-32 21 45 F8+ 25
GM1926-GM3240 7TCA084030R1332 19-26 32-40 29 45 F8+ 25
GM1926-GM4047 7TCA084030R1334 19-26 40-47 36 45 F8+ 25
GM1926-GM4757 7TCA084030R1336 19-26 47-57 36/42 45 F8+ 25
GM2632-GM2632 7TCA084030R1338 26-32 26-32 21 45 F8+ 25
GM2632-GM3240 7TCA084030R1340 26-32 32-40 29 45 F8+ 25
GM2632-GM4047 7TCA084030R1342 26-32 40-47 36 45 F8+ 25
GM2632-GM4757 7TCA084030R1344 26-32 47-57 36/42 45 F8+ 25
GM3240-GM3240 7TCA084030R1346 32-40 32-40 29 45 F8+ 25
GM3240-GM4047 7TCA084030R1930 32-40 40-47 36 45 F8+ 25
GM3240-GM4757 7TCA084030R1349 32-40 47-57 36/42 45 F8+ 25
GM4047-GM4047 7TCA084030R1931 40-47 40-47 36 45 F8+ 25
GM4047-GM4757 T7TCA084030R1932 40-47 47-57 36/42 45 F8+ 25
GM4757-GM4757 T7TCA084030R1352 47-57 47-57 36/42 45 F8+ 25
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Conduit
Clips for conduit to conduit & girder clamps for conduit

Clips for conduit to conduit

ABB oA 2B PG Load Material Quantity
Part No. order code (mm) (mm) type rating (kg) finishes (pieces)
JM1825-IJM1825 7TCA084030R1463 18-22 18-22 11/13.5/16 11 F8+ 25
JM1825-IM2229 7TCA084030R1465 18-22 22-29 16/21 11 F8+ 25
JM1825-IJM2933 7TCA084030R1467 18-22 29-33 - 11 F8+ 25
IJM2229-IM2229 7TCA084030R1468 22-29 22-29 16/21 11 F8+ 25
IM2229-IJM2933 7TCA084030R1470 22-29 29-33 - 11 F8+ 25
JM2933-JM2933 7TCA084030R1472 29-33 29-33 - 11 F8+ 25

Girder clamps for conduit

ABB oA [%]:) PG Loadrating Loadrating Material Quantity
Part No. order code (mm) (mm) type #1 (mm) #2 (mm) finishes (pieces)
YHR-1618 7TCA084220R0564 16-18 14 11 40 15 F2 100
YHR-1821 7TCA084220R0566 18-21 14 13.5/16 40 15 F2 100
YHR-2427 7TCA084220R0568 24-27 14 21 40 15 F2 100
YHR-3034 7TCA084220R0570 30-34 14 29 40 15 F2 50
YHR-3438 7TCA084220R0572 34-38 14 29 40 15 F2 50
YHR-4751 7TCA084220R0574 47-51 14 36 40 15 F2 50
YHR-5963 7TCA084220R0576 59-63 14 48 40 15 F2 25
SSYHR-1618 7TCA084220R0461 16-18 14 11 40 15 F3 100
SSYHR-1821 7TCA084220R0462 18-21 14 13.5/16 40 15 F3 100
SSYHR-2427 7TCA084220R0464 24-27 14 21 40 15 F3 100
SSYHR-3034 7TCA084220R0466 30-34 14 29 40 15 F3 50
SSYHR-3438 7TCA084220R0468 34-38 14 29 40 15 F3 50
SSYHR-4751 7TCA084220R0470 47-51 14 36 40 15 F3 50
SSYHR-5963 7TCA084220R0472 59-63 14 48 40 15 F3 25




CONDUIT

Conduit

Girder clips for conduit or pipe

Girder clips for conduit or pipe

29

ABB A Material Quantity

Part No. order code (mm) finishes (pieces)
ECH-33 7TCA084220R0140 33 F2 25
ECH-37 7TTCA084220R0141 37 F2 25
ECH-41 7TTCA084220R0143 41 F2 25
ECH-45 7TCA084220R0144 45 F2 25
ECH-49 7TTCA084220R0146 49 F2 25
ECH-53 7TTCA084220R0148 53 F2 25

2Nm
S
Girder clips for conduit or pipe

ABB T 2 Load Material Quantity

Part No. order code (mm) (mm) rating (kg) finishes (pieces)
RA-0612 7TCA084220R0328 Max 12 6-12 60 F2 25
RA-1216 7TCA084220R0329 Max 12 12-16 60 F2 25
RA-1418 7TCA084220R0330 Max 12 14-18 60 F2 25
RA-1822 7TCA084220R0331 Max 12 18-22 60 F2 25
RA-2226 7TCA084220R0332 Max 12 22-26 80 F2 25
RA-2630 7TCA084220R0333 Max 12 26-30 80 F2 25
RA-3034 7TCA084220R0334 Max 12 30-34 80 F2 25
RA-3438 7TCA084220R0335 Max 12 34-38 100 F2 25
RA-3842 7TCA084220R0336 Max 12 38-42 100 F2 25
RA-4246 7TCA084220R0337 Max 12 42-46 100 F2 25
RA-5054 7TCA084220R0338 Max 12 50-54 100 F2 25
RA-5458 7TCA084220R0339 Max 12 54-58 100 F2 25
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Conduit

Girder clamps for conduit or pipe

Girder clamps for conduit or pipe

ABB A B C [} Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
S-0612 7TCA084220R0580 Min 18 >10 10 6-12 60 F2 25
S-1014 7TCA084220R0581 Min 18 >10 10 9-14 60 F2 25
S-1216 7TCA084220R0352 Min 18 >10 10 12-16 60 F2 25
S-1418 7TCA084220R0353 Min 18 >10 10 14-18 60 F2 25
S-1822 7TCA084220R0355 Min 18 >10 10 18-22 60 F2 25
S-2226 7TCA084220R0358 Min 18 >10 10 22-26 80 F2 25
S-2630 7TCA084220R0360 Min 18 >10 10 26-30 80 F2 25
S-3034 7TCA084220R0361 Min 18 >10 10 30-34 80 F2 25
S-3438 7TCA084220R0362 Min 18 >10 10 34-38 100 F2 25
S-3842 7TCA084220R0363 Min 18 >10 10 38-42 100 F2 25
S-4246 7TCA084220R0364 Min 18 >10 10 42-46 100 F2 25
S-4650 7TCA084220R0365 Min 18 >10 10 46-50 100 F2 25
S-5054 7TCA084220R0366 Min 18 >10 10 50-54 100 F2 25
S-5458 7TCA084220R0367 Min 18 >10 10 54-58 100 F2 25

Girder clamps for conduit or pipe

ABB T 2 A Load Material  Quantity
Part No. order code (mm) (mm) (mm) rating (kg) finishes (pieces)
H-0612 7TCA084220R0165 Max 6 6-12 Max 40 80 F2 25
H-1822 7TCA084220R0166 Max 6 18-22 Max 40 80 F2 25
H-2226 7TCA084220R0167 Max 6 22-26 Max 40 80 F2 25
H-2630 7TCA084220R0168 Max 6 26-30 Max 40 80 F2 25
H-3034 7TCA084220R0169 Max 6 30-34 Max 40 80 F2 25
H-3842 7TCA084220R0170 Max 6 38-42 Max 40 100 F2 25
H-5864 7TCA084220R0171 Max 6 58-64 Max 40 100 F2 25




