44 E-KLIPS SPRING STEEL FASTENERS ELECTRICAL & MECHANICAL FIXING SYSTEMS

Suspension

Catenary wire & suspension bracket

Catenary wire

ABB 2 A B Load Material Quantity
Part No. order code (mm) (mm) (mm) rating (kg) finishes (pieces)
CW100-2 7TCA084220R0086 2 7 100 80 F2 1
Cw30-3 7TCA084220R0100 3 X7 30 190 F2 1
CW50-3 7TCA084220R0114 3 X7 50 190 F2 1
Cw100-3 7TCA084220R0088 3 X7 100 190 F2 1
Cw30-4 7TCA084220R0106 4 7 30 350 F2 1
CW50-4 7TCA084220R0118 4 7 50 350 F2 1
CW100-4 7TCA084220R0092 4 7 100 350 F2 1
CW30-6 7TCA084220R0109 6 X7 30 760 F2 1
CW50-6 7TCA084220R0121 6 T 50 760 F2 1
CW100-6 7TCA084220R0096 6 T 100 760 F2 1
SSCW100-2 7TCA084220R0420 2 7 100 80 F3 1
SSCW30-3 7TCA084220R0426 3 7 30 190 F3 1
SSCW50-3 7TCA084220R0432 3 7 50 190 F3 1
SSCW100-3 7TCA084220R0422 3 7 100 190 F3 1
SSCW30-4 7TCA084220R0428 4 7 30 350 F3 1
SSCW50-4 7TCA084220R0433 4 7 50 350 F3 1
SSCW100-4 7TCA084220R0423 4 7 100 350 F3 1
SSCW30-6 7TCA084220R0430 6 7 30 760 F3 1
SSCW50-6 7TCA084220R0435 6 7 50 760 F3 1
/ SSCW100-6 7TCA084220R0425 6 7 100 760 F3 1
‘1 ﬁlf CW30-3PVC 7TCA084220R0103 3 7 30 190 F2+ PVC 1
B CW50-3PVC 7TCA084220R0116 3 7 50 190 F2+ PVC 1
f L CW100-3PVC 7TCA084220R0090 3 7 100 190 F2+PVC 1
h CW30-4PVC 7TCA084220R0107 4 7 30 350 F2+PVC 1
| CW50-4PVC 7TCA084220R0120 4 7 50 350 F2+PVC 1
A CW100-4PVC 7TCA084220R0094 4 7 100 350 F2+PVC 1
CW30-6PVC 7TCA084220R0111 6 7 30 760 Fz2+PVC 1
CW50-6PVC 7TCA084220R0123 6 7 50 760 F2+PVC 1
CW100-6PVC 7TCA084220R0098 6 T 50 760 Fz2+PVC 1
Brackets

ABB OA C D E F Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) (mm) (mm) rating(kg) finishes (pieces)
HW50 7TCA084220R0176 5.5 32 8 55 5 25 F2 10
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SUSPENSION 45
Suspension
Bull-dog grips, thimbles & tensioner
Bull-dog grips
ABB oA B C Material Quantity
Part no. order code (mm) (mm) (mm) finishes (pieces)
CWG-23 7TCA084220R0125 2-3 Max 9 6.5 F2 25
CWG-4 7TCA084220R0126 4 Max 12 7 F2 25
CWG-6 7TCA084220R0127 6 Max 18 8 F2 25
SSCWG-2 7TCA084220R0437 2 Max 9 6.5 F3 1
SSCWG-3 7TCA084220R0439 3 Max 9 6.5 F3 1
SSCWG-4 7TTCA084220R0441 4 Max 12 7 F3 1
SSCWG-6 7TCA084220R0443 6 Max 18 8 F3 1
e
Thimbles
ABB OA 2B Material Quantity
Part No. order code (mm) (mm) finishes (pieces)
WT-23 7TTCA084220R0551 2-3 10 F2 25
WT-34 7TTCA084220R0553 3-4 14 F2 25
WT-6-FU 7TCA084220R0555 6 16 F2 25
SSWT-2 7TCA084220R0449 2 10 F3 1
SSWT-34 7TCA084220R0451 3-4 14 F3 1
SSWT-6 7TTCA084220R0453 6 16 F3 1
2B
Tensioner for catenary wire
ABB [] A Material Quantity
Part No. order code (mm) (mm) finishes (pieces)
CWT-23 7TCA084220R0128 10 155-245 F2 10
CWT-46 7TCA084220R0129 12 230-325 F2 10
SSCWT-23 7TTCAO084220R0445 10 155-245 F3 10
SSCWT-46 7TTCA084220R0447 12 230-325 F3 10




46

Suspension

Suspension strap & perforated banding

Suspension strap

E-KLIPS SPRING STEEL FASTENERS ELECTRICAL & MECHANICAL FIXING SYSTEMS

ABB A 2 Material Quantity
Part No. order code (mm) (mm) finishes (pieces)
LS-32 7TCA084220R0210 152 Max 32 F6 10
LS-38 7TCA084220R0211 178 Max 38 F6 10
LS-48 7TTCA084220R0212 203 Max 48 F6 10
LS-54 7TCA084220R0213 228 Max 54 F6 10
LS-60 7TCA084220R0214 254 Max 60 F6 10
LS-72 7TTCA084220R0215 305 Max 72 F6 10

©
A
Perforated banding

ABB 2 A B Load Material Quantity
Part No. order code Colour (mm) (mm) (mm) rating (kg) finishes (pieces)
Plastic*
SP-13B 7TCA084220R0385 | 4 13 10 37 F7 1
SP-19B 7TCA084220R0390 [ ] 6.5 19 10 42 F7 1
SP-27B 7TCA084220R0399 [ ] 7.5 27 10 90 F7 1
SP-13wW 7TCA084220R0388 ] 4 13 10 37 F7 1
SP-19W 7TTCA084220R0397 ] 6.5 19 10 42 F7 1
Galvanised
SG-12-FU 7TCA084220R0377 - 5 12 10 37 F2
SG-18 7TCA084220R0374 - 7 18 10 42 F2 1
SG-26 7TCA084220R0375 - 8 26 10 90 F2 1
Stainless steel
SS-12 7TTCA084220R0415 - 5 12 10 43 F3 1
SS-18-FU 7TCA084220R0417 - 7 18 10 48 F3 1
SS-26 7TCA084220R0418 - 8 26 10 100 F3 1
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*Material: Plascoat PPA 571



SUSPENSION

Suspension

Suspension, girder & purlin clips

Suspension clip for perforated band

a7

ABB [} A B C Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
MM-65 7TCA084030R1504 6.5 28 20 6.3 90 F8+ 100
NM-65 7TCA084030R1605 6.5 28 42 6.3 90 F8+ 100
MM
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Girder clips for perforated band
ABB T A B Load Material Quantity
Part No. order code (mm) (mm) (mm) rating (kg) finishes (pieces)
MM65-AH153 7TCA084030R1509 1.5-3 6.3 36 72 F8+ 25
MM65-AH38 7TCA084030R1511 3-8 6.3 38 90 F8+ 25
MM65-AH814 7TCA084030R1513 8-14 6.3 46 90 F8+ 25
MM65-AH1420 7TCA084030R1507 14-20 6.3 58 90 F8+ 25
NM65-AH153 7TCA084030R1608 1.5-3 6.3 58 72 F8+ 25
NM65-AH38  7TCA084030R1610 3-8 6.3 60 90 F8+ 25
NM65-AH814 7TCA084030R1612 8-14 6.3 68 90 F8+ 25 T
NM65-AH1420 7TCA084030R1917 14-20 6.3 80 90 F8+ 25 '
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Purlin clips for perforated band
ABB T A B Load Material Quantity
Part No. order code (mm) (mm) (mm) rating (kg) finishes (pieces)
MM65-AV155 7TCA084030R1515 1.5-4 6.3 62 72 F8+ 25
MM65-AV57 7TCA084030R1916  4.5-7 6.3 62 72 F8+ 25
NM65-AV155 7TCA084030R1614 1.5-4 6.3 84 72 F8+ 25
NM65-AV57 7TCA084030R1933 4.5-7 6.3 84 72 F8+ 25




48 E-KLIPS SPRING STEEL FASTENERS ELECTRICAL & MECHANICAL FIXING SYSTEMS

Suspension
Clip, metal chain & hooks

Clip for chain hanging

ABB A B C D Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
V-1 7TCA084030R1847 1 50.8 8 35 8 F1 100
Recommended hole diameter 25 mm
AL /. D
R )
B C
Metal chain & hooks
ABB 7] A B (o] Load Material Quantity
Part No. order code (mm) (mm) (mm) (mm) rating (kg) finishes (pieces)
KK-20 7TCA084220R0193 1.8 25 8 30 70 F1 1
KK-30 7TCA084220R0195 2.8 39 12.5 30 190 F1 1
KG-3 7TCA084220R0189 3 26 12 30 45 F1 1
KG-4 7TCA084220R0191 4 32 16 30 80 F1 1
KF-3 7TCA084220R0185 3 26 12 30 45 F2 1
KF-4 7TCA084220R0187 4 32 16 30 80 F2 1
KN-2 T7TCA084220R0197 2 22 8 30 50 F3 1
KN-3 7TCA084220R0199 3 26 12 30 120 F3 1
NG-3 7TCA084220R0218 4 20 - - - F1 100
NF-4 7TCA084220R0378 4 20 - - - F2 100
SH-4 7TCA084220R0380 4 35 - - 20 F1 100
SH-5 7TCA084220R0380 5 45 - - 30 F2 100
c C
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KG - Electroplate DIN 5685
KF - Hot Dip Galvanised DIN 5685

NF/NG
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KN - Stainless Steel DIN 763
KK - Electroplate DIN 5686

*Material: Plascoat PPA 571



