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—
I N DU LUX E SC A PE ROUTE S I G N A LIS ATI O N

Rugged for the factory – sleek enough for the office. 
Stainless steel tubular luminaires resist dust and water 
with easy-to-maintain sliding covers, even in extreme 
conditions. Durable LED lighting that’s easy to install and 
looks great anywhere you need to mark the way to safety. 
Indulux: reinforcing industrial design environments.
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—
Indulux
Easy to install
Mounting, wiring and
expanding flexibility

Reinforcing industrial
design environmentsStainless steel solution

resisting dust & water (IP68)
Rapid maintenance with
sliding electronic base module

—
Indulux  
Reliable in extreme 
conditions

—
Indulux
Speed up your 
projects

—
Indulux
Design

—
Indulux
Industrial & design

—
Indulux 
Eenvoudig te 
installeren
Flexibiliteit in montage Roestvrijstalen oplossing 

bestendig tegen stof 
en water (IP68)

Eenvoudig onderhoud met de 
uitschuifbare module

—
Indulux Betrouwbaar 
in extreme 
omstandigheden

—
Indulux 
Versnel uw projecten

—
Indulux
Easy to install
Mounting, wiring and
expanding flexibility Stainless steel solution

resisting dust & water (IP68)
Rapid maintenance with
sliding electronic base module

—
Indulux  
Reliable in extreme 
conditions

—
Indulux
Speed up your 
projects

—
Indulux
Einfache Installation
Flexibel bei Montage 
und Verkabelung Staub- und wasserdichte 

Edelstahllösung (IP68)

Schnelle Wartung durch 
Einschubmodul

—
Indulux Zuverlässig 
unter extremen 
Bedingungen

—
Indulux
Zeitersparnis

—
Indulux 
Facile à installer
Montage, câblage et 
augmentation de la flexibilité Solution en acier 

inoxydable, 304L

Une installation et une 
maintenance rapide grâce 
à un électronique 
facilement accessible

—
Indulux 
Fiable dans des 
conditions extrêmes

—
Indulux 
Accélérez vos projets 

—
Indulux 
Facile à installer
Montage, câblage et 
augmentation de la flexibilité Solution en acier inoxydable, 

résistante à la poussière et à 
l'eau (IP68)

Une maintenance rapide grâce 
à un électronique 
facilement accessible

—
Indulux 
Fiable dans des 
conditions extrêmes

—
Indulux 
Accélérez vos 
projets 

316L Stainless steel
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—
Indulux escape route signalisation
Industrial & design

Indulux escape route signalisation
• Easy to install 

Mounting, wiring and expanded flexibility
• Reliable in extreme conditions 

Stainless steel solution resisting dust  
and water (IP68)

• Speed up your projects 
Rapid maintenance with sliding electronic  
base module

—
Luminaire

Order Code Description

102601K Indulux Cable Entry Cover Kit

102702K Indulux Battery replacement

—
Accessoiries

Order code Description Input voltage Lamp type

Lamp 
output  

(lm)

Power 
consumption 

(VA/W)

Operation 
/ duration 

(hrs)
Environment  

temp. (oC)
Weight  

(kg)

CTIND3LS5 Indulux LED S/S M3 CT 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

CTIND3LS5DS Indulux LED D/S M3 CT 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

IND1LS5 Indulux LED S/S 230V Slave 220-240 AC/DC 0-60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND1LS5DS Indulux LED D/S 230V Slave 220-240 AC/DC 0-60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LS5DSLTC Indulux LED D/S 230V LTC 220-240 AC 50/60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LSLTC Indulux LED S/S 230V LTC 220-240 AC 50/60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND3LS5 Indulux LED S/S M3 ST 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

IND3LS5DS Indulux LED D/S M3 ST 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

Configurable pictograms included

20 mm

Ø8.5 mm

Ø100 mm
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—
Indulux escape route lighting
Industrial & design

Indulux escape route lighting
• Easy to install 

Mounting, wiring and expanded flexibility
• Reliable in extreme conditions 

Stainless steel solution resisting dust  
and water (IP68)

• Speed up your projects 
Rapid maintenance with sliding electronic  
base module
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—
Luminaire

Order code Description Input voltage Lamp type

Lamp 
output  

(lm)

Power 
consumption 

(VA/W)

Operation 
/ duration 

(hrs)
Environment  

temp. (oC)
Weight  

(kg)

CTIND3LS5 Indulux LED S/S M3 CT 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

CTIND3LS5DS Indulux LED D/S M3 CT 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

IND1LS5 Indulux LED S/S 230V Slave 220-240 AC/DC 0-60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND1LS5DS Indulux LED D/S 230V Slave 220-240 AC/DC 0-60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LS5DSLTC Indulux LED D/S 230V LTC 220-240 AC 50/60Hz 2 x LED 4W 800 14 / 13 230V -25-40 1.4

IND1LSLTC Indulux LED S/S 230V LTC 220-240 AC 50/60Hz 1 x LED 4W 400 7 / 6.5 230V -25-40 1.4

IND3LS5 Indulux LED S/S M3 ST 220-240 AC 50Hz 1 x LED 4W 200 7.5 / 3.5 3 0-40 1.6

IND3LS5DS Indulux LED D/S M3 ST 220-240 AC 50Hz 2 x LED 4W 400 15 / 7 3 0-40 2.0

Configurable pictograms included

Order Code Description

102601K Indulux Cable Entry Cover Kit

102702K Indulux Battery replacement

—
Accessoiries

20 mm

Ø8.5 mm

Ø100 mm
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—
ABB UK Ltd.
Tower Court
Foleshill Enterprise Park
Courtaulds Way
Coventry CV6 5NX
UK Sales Support Tel:
+44 (0)333 999 3300
Service Enquiry Tel:
+44 (0)2476 368 511
Customer Services:
E-Mail: lv.customerservice@gb.abb.com
Technical Support:
E-Mail: LV.enquiries@gb.abb.com

emergi-lite.co.uk

© Copyright 2019 ABB. All rights reserved. 
Specifications subject to change without notice.


