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© Copyright 2022 ABB. All rights reserved. 
Specifications subject to change without notice.

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL101 
CLASSIC GREY: BL101-G 
STARRY BLACK: BL101-885 
ROYAL GOLD: BL101-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 INNER ROCKER

05 FRAME

06 ROCKER

07 FIXING SCREW

08 PISTON ASSEMBLY

09 UPPER BASE

10 FIXED CONTACT ASSEMBLY

11 MOUNTING PLATE

12 BASE

5 6 7

4

8

3

9 10

2 1 12 11

86

86

35.2

BL101

1 GANG 1 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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© Copyright 2022 ABB. All rights reserved. 
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6 7 8 10 11

5 4 3 1 13

86

86

86

86

35.2

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL102 
CLASSIC GREY: BL102-G 
STARRY BLACK: BL102-885 
ROYAL GOLD: BL102-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 ROCKER (RIGHT) 

05 ROCKER (LEFT) 

06 FRAME

07 FIXING SCREW

08 INNER ROCKER

09 PISTON ASSEMBLY

10 UPPER BASE

11 FIXED CONTACT ASSEMBLY

12 MOUNTING PLATE 

13 BASE

BL102

2 GANG 1 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L

12

2
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7 4 3 2 156

37.1
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• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL103 
CLASSIC GREY: BL103-G 
STARRY BLACK: BL103-885 
ROYAL GOLD: BL103-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 UPPER BASE

04 ROCKER (RIGHT)

05 ROCKER (MIDDLE)

06 ROCKER (LEFT)

07 FRAME

08 FIXING SCREW

09 INNER ROCKER

10 PISTON ASSEMBLY

11 MOVING CONTACT ASSEMBLY

12 FIXED CONTACT ASSEMBLY

13 MOUNTING PLATE

14 BASE

BL103

3 GANG 1 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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7 8 109 11 12 13 14

6 5 4 3 2 151

37.186

86

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL104 
CLASSIC GREY: BL104-G 
STARRY BLACK: BL104-885 
ROYAL GOLD: BL104-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 PISTON ASSEMBLY

04 ROCKER (RIGHT)

05 ROCKER (MIDDLE RIGHT)

06 FRAME

07 ROCKER (LEFT)

08 ROCKER (MIDDLE LEFT)

09 INNER ROCKER

10 FIXING SCREW

11 UPPER BASE

12 MOVING CONTACT ASSEMBLY

13 FIXED CONTACT ASSEMBLY

14 MOUNTING PLATE

15 BASE

BL104

4 GANG 1 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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Specifications subject to change without notice.

5 6 7 8 9 10

4 3 2 1 12 11

35.286

86

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL105 
CLASSIC GREY: BL105-G 
STARRY BLACK: BL105-885 
ROYAL GOLD: BL105-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 INNER ROCKER

05 FRAME

06 ROCKER

07 FIXING SCREW

08 PISTON ASSEMBLY

09 UPPER BASE

10 FIXED CONTACT ASSEMBLY

11 MOUNTING PLATE

12 BASE

BL105

1 GANG 2 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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6 7 8 10 11

5 4 3 1 13

86

86

N

L

35.2

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL106 
CLASSIC GREY: BL106-G 
STARRY BLACK: BL106-885 
ROYAL GOLD: BL106-PG

BL106

2 GANG 2 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

129

2

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 ROCKER (RIGHT) 

05 ROCKER (LEFT) 

06 FRAME

07 FIXING SCREW

08 INNER ROCKER

09 PISTON ASSEMBLY

10 UPPER BASE

11 FIXED CONTACT ASSEMBLY

12 MOUNTING PLATE 

13 BASE
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8 9 10 11 12 14 13

7 4 3 2 156

37.186

86

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL107 
CLASSIC GREY: BL107-G 
STARRY BLACK: BL107-885 
ROYAL GOLD: BL107-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 UPPER BASE

04 ROCKER (RIGHT)

05 ROCKER (MIDDLE)

06 ROCKER (LEFT)

07 FRAME

08 FIXING SCREW

09 INNER ROCKER

10 PISTON ASSEMBLY

11 MOVING CONTACT ASSEMBLY

12 FIXED CONTACT ASSEMBLY

13 MOUNTING PLATE

14 BASE

BL107

3 GANG 2 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N
L
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86

86

5 107 11 12 13 14

6 8 4 9 3 2 15

37.1

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL108 
CLASSIC GREY: BL108-G 
STARRY BLACK: BL108-885 
ROYAL GOLD: BL108-PG

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 PISTON ASSEMBLY

04 ROCKER (RIGHT)

05 ROCKER (MIDDLE RIGHT)

06 FRAME

07 ROCKER (LEFT)

08 ROCKER (MIDDLE LEFT)

09 INNER ROCKER

10 FIXING SCREW

11 UPPER BASE

12 MOVING CONTACT ASSEMBLY

13 FIXED CONTACT ASSEMBLY

14 MOUNTING PLATE

15 BASE

BL108

4 GANG 2 WAY 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N
L
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© Copyright 2022 ABB. All rights reserved. 
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• SWITCH RATING: 20AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM 
•  PRODUCT TYPE REFERENCE: 

WHITE: BL110 
CLASSIC GREY: BL110-G 
STARRY BLACK: BL110-885 
ROYAL GOLD: BL110-PG

01 BASE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 STATIC CONTACT ASSEMBLY

05 ROCKER

06 FIXING SCREW

07 FRAME

08 INNER ROCKER

09 MOUNTING PLATE

10 PISTON ASSEMBLY

11 SUPPORT PLATE

12 PLASTIC BLOCK

BL110

1 GANG 1 WAY 20AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

4

3

2 16 5

7 8 9 10 11 12

86

86

26.5

N

L

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

20AX 250V~
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• SWITCH RATING: 20AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL111 
CLASSIC GREY: BL111-G 
STARRY BLACK: BL111-885 
ROYAL GOLD: BL111-PG

01 BASE

02 TERMINAL ASSEMBLY

03 STATIC CONTACT 
ASSEMBLY

04 MOVING CONTACT 
ASSEMBLY

05 SCREW

06 EARTH GRID ASSEMBLY

07 MOUNTING PLATE

08 INNER ROCKER

09 ROCKER

10 FIXING SCREW

11 FRAME

12 INDICATOR COVER

13 LED ASSEMBLY

14 PISTON ASSEMBLY

15 SUPPORT PLATE

BL111

1 GANG 1 WAY 20AX DP SWITCH WITH LED

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

16 MOVING CONTACT 
ASSEMBLY

17 STATIC CONTACT 
ASSEMBLY

26 3

4

2 110 9 8 7

11 12 14 15

16

1713

86

86

26.5

Load

EarthEarth

N1

L2

MS IEC 60669-1

BS EN 60669-1
IEC 60669-1  SS227-1

N2

L1

20AX 250V~
LOAD

FEED
DP.

L

N
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© Copyright 2022 ABB. All rights reserved. 
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01 MOVING CONTACT 
 ASSEMBLY

02 FIXED CONTACT  
 ASSEMBLY 

03 PRESS PLATE

04 PISTON ASSEMBLY

05 ROCKER

06 FRONT COVER

07 FIXING SCREW

08 FRAME

09 NEON COVER

10 NEON ASSEMBLY (BLUE)

11 EARTH GRID 
 ASSEMBLY

12 FIXED CONTACT 
 ASSEMBLY

13 SUPPORT PLATE 
 ASSEMBLY

14 SUPPORT PLATE  
 ASSEMBLY

15 BASE

16 SCREW

17 MOUNTING PLATE

28.7

8 6 5 4 3 2

7 9 13 14 1512

1

10 11 16 17

86

86

• SWITCH RATING: 20A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL111S 
CLASSIC GREY: BL111S-G 
STARRY BLACK: BL111S-885 
ROYAL GOLD: BL111S-PG

BL111S

1 GANG 1 WAY 20A DP SWITCH WITH NEON

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
Earth Earth
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• SWITCH RATING: 20AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL112 
CLASSIC GREY: BL112-G 
STARRY BLACK: BL112-885 
ROYAL GOLD: BL112-PG

01 BASE

02 SUPPORT PLATE

03 STATIC CONTACT ASSEMBLY

04 PLASTIC BLOCK

05 MOUNTING PLATE

06 ROCKER

07 FIXING SCREW

08 FRAME

09 INNER ROCKER

10 PISTON ASSEMBLY

11 STATIC CONTACT ASSEMBLY

12 MOVING CONTACT ASSEMBLY

13 TERMINAL ASSEMBLY

BL112

1 GANG 2 WAY 20AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

12

3

4567

8 9 10 13

11

12

86

86

26.5

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

20AX 250V~ 20AX 250V~

L

N
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• SWITCH RATING: 20AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL114 
CLASSIC GREY: BL114-G 
STARRY BLACK: BL114-885 
ROYAL GOLD: BL114-PG

01 BASE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT ASSEMBLY

04 PLASTIC BLOCK

05 STATIC CONTACT ASSEMBLY

06 MOUNTING PLATE

07 ROCKER

08 FIXING SCREW

09 FRAME

10 INNER ROCKER

11 PISTON ASSEMBLY

12 SUPPORT PLATE

BL114

2 GANG 1 WAY 20AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

35 4 2 18 7 6

9 10 11 12

86

86

26.5

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

20AX 250V~ 20AX 250V~

L

N
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• SWITCH RATING: 20AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL115 
CLASSIC GREY: BL115-G 
STARRY BLACK: BL115-885 
ROYAL GOLD: BL115-PG

01 BASE

02 TERMINAL ASSEMBLY

03 PLASTIC BLOCK

04 STATIC CONTACT ASSEMBLY

05 PISTON ASSEMBLY

06 MOUNTING PLATE

07 ROCKER

08 FIXING SCREW

09 FRAME

10 INNER ROCKER

11 STATIC CONTACT ASSEMBLY

12 MOVING CONTACT ASSEMBLY

13 SUPPORT PLATE

BL115

2 GANG 2 WAY 20AX SWITCH

EXPLODED VIEW

35 4 2 18 7 6

9 10 11 12 13

DIMENSIONS WIRING DIAGRAM

86

86

26.5

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

COM L2

L1

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

20AX 250V~ 20AX 250V~ 20AX 250V~ 20AX 250V~

L

N
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01 FIXED CONTACT 
 ASSEMBLY N

02 FIXED CONTACT 
 ASSEMBLY L

03 MOVING CONTACT 
 ASSEMBLY

04 MOVING CONTACT 
 ASSEMBLY

05 SPRING CLIP

06 PISTON ASSEMBLY 

07 PISTON ASSEMBLY 

08 ROCKER

09 ROCKER

10 FRAME

11 FRONT COVER

12 NEON COVER

13 FIXING SCREW

14 NEON ASSEMBLY (BLUE)

15 SHUTTER SPRING

16 SHUTTER

17 NEON ASSEMBLY  
 (BLUE)

18 SUPPORT PLATE N

19 SUPPORT PLATE L

20 SUPPORT PLATE  
 ASSEMBLY N

21 SUPPORT PLATE  
 ASSEMBLY L

22 SCREW

23 EARTH TERMINAL 
 ASSEMBLY

24 EARTH GRIDEARTH GRID

25 MOUNTING PLATE 

26 BASE

11 26123467

10 12 13 14 15

16 20

21

1817 19 22 23 24 25

9 8

5

146

86

35

BL118

2 GANG 1 WAY DP 45A SWITCH & 
13A SWITCH SOCKET WITH NEON

• INDEPENDENT DP SWITCH AND DP SWITCH SOCKET
• DP SWITCH: 45A 250V~  |  SOCKET: 13A 250V~
• COMPLY WITH BS4177, IEC60669-1, BS1363-2, SASO 2203
• LIVE CONTACTS OF SOCKET ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL118 
CLASSIC GREY: BL118-G 
STARRY BLACK: BL118-885 
ROYAL GOLD: BL118-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
•  PRODUCT TYPE REFERENCE: 

WHITE: BL119 
CLASSIC GREY: BL119-G 
STARRY BLACK: BL119-885 
ROYAL GOLD: BL119-PG

01 BASE

02 MOVING CONTACT ASSEMBLY

03 STATIC CONTACT ASSEMBLY

04 PISTON ASSEMBLY

05 MOUNTING PLATE

06 ROCKER

07 FIXING SCREW

08 FRAME

09 INNER ROCKER

10 SUPPORT PLATE

11 STATIC CONTACT ASSEMBLY

12 MOVING CONTACT ASSEMBLY

13 TERMINAL ASSEMBLY

BL119

1 GANG INTERMEDIATE 10AX SWITCH

EXPLODED VIEW

COM L2

L1

COM L2

L1

L1 L3

L2 L4

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

10AX 250V~

L

N

86

86

26.5

3

4 2 17 6 5

8 9 10

11

12 13

DIMENSIONS WIRING DIAGRAM
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29.4

7

4

8

3

9 10

2 1

12 14

56

11

13

86

86

• SWITCH RATING: 10AX 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL119S 
CLASSIC GREY: BL119S-G 
STARRY BLACK: BL119S-885 
ROYAL GOLD: BL119S-PG

01 MOVING CONTACT ASSEMBLY

02 FIXED CONTACT ASSEMBLY L1 

03 FIXED CONTACT ASSEMBLY L2

04 ROCKER

05 FRONT COVER

06 FIXING SCREW

07 FRAME

08 PISTON ASSEMBLY

09 PRESS PLATE

10 SCREW

11 SUPPORT PLATE ASSEMBLY

12 BASE

13 SCREW

14 MOUNTING PLATE

BL119S

1 GANG INTERMEDIATE 10AX SWITCH

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

NL
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86

86

24.2

7

4 3

8

2 1

11

56

9 10 01 SCREW

02 CONNECTION PLATE

03 EARTH GRID

04 FRONT COVER

05 FIXING SCREW

06 FRAME

07 TERMINAL ASSEMBLY

08 BASE

09 SCREW

10 CABLE HOLDER

11 MOUNTING PLATE

• FLEX OUTLET RATING: 20A 250V~
• COMPLY WITH BS 5733, MS1144, MS1145
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL120 
CLASSIC GREY: BL120-G 
STARRY BLACK: BL120-885 
ROYAL GOLD: BL120-PG

BL120

FLEX OUTLET 20A

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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01 MOVING CONTACT  
 ASSEMBLY

02 FIXED CONTACT  
 ASSEMBLY 

03 PRESS PLATE

04 PISTON ASSEMBLY

05 ROCKER (RED)

06 FRONT COVER

07 FIXING SCREW

08 FRAME

09 NEON COVER

10 NEON ASSEMBLY (BLUE)

11 FIXED CONTACT  
 ASSEMBLY N

12 SUPPORT PLATE  
 ASSEMBLY N

13 SUPPORT PLATE 
 ASSEMBLY L

14 BASE

15 SCREW

16 EARTH GRID  
 ASSEMBLY

17 MOUNTING PLATE

86

14
6

33.5

9

4 3

10

2 1

17

56

14 16

7

8 11 12

13

15

• SWITCH RATING: 45A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL143 
CLASSIC GREY: BL143-G 
STARRY BLACK: BL143-885 
ROYAL GOLD: BL143-PG

BL143

1 GANG 45A DP SWITCH WITH NEON (6X3)

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N
L
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© Copyright 2022 ABB. All rights reserved. 
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01 MOVING CONTACT  
 ASSEMBLY

02 FIXED CONTACT 
 ASSEMBLY L

03 PRESS PLATE

04 PISTON ASSEMBLY

05 ROCKER

06 FRONT COVER

07 FIXING SCREW

08 FRAME

09 NEON COVER

10 NEON ASSEMBLY (BLUE)

11 EARTH GRID ASSEMBLY

12 FIXED CONTACT 
 ASSEMBLY N

13 SUPPORT PLATE  
 ASSEMBLY N

14 SUPPORT PLATE 
 ASSEMBLY L

15 BASE

16 SCREW

17 MOUNTING PLATE

9

4 3

10

2 1

17

56

14 16

7

8 11 12

13

15

86

86

WATER HEATER

29.4

• SWITCH RATING: 20A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES 
• OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:
• WHITE: BL171WH
• CLASSIC GREY: BL171WH-G
• STARRY BLACK: BL171WH-885
• ROYAL GOLD: BL171WH-PG

BL171WH

1 GANG 1 WAY 20A DP SWITCH WITH NEON,
MARKED WATER HEATER

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
Earth Earth
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01 MOVING CONTACT  
 ASSEMBLY

02 FIXED CONTACT  
 ASSEMBLY L

03 PRESS PLATE

04 PISTON ASSEMBLY

05 ROCKER (RED)

06 FRONT COVER

07 FIXING SCREW

08 FRAME

09 NEON COVER

10 NEON ASSEMBLY (BLUE)

11 EARTH GRID 
 ASSEMBLY

12 FIXED CONTACT  
 ASSEMBLY N

13 SUPPORT PLATE 
 ASSEMBLY N

14 SUPPORT PLATE  
 ASSEMBLY L

15 BASE

16 SCREW

17 MOUNTING PLATE

86

86

33.5

2 14 3567

9 10 1714 168 11 12

13

15

• SWITCH RATING: 32A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES 
• OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:
• WHITE: BL176
• CLASSIC GREY: BL176-G
• STARRY BLACK: BL176-885
• ROYAL GOLD: BL176-PG

BL176

1 GANG 1 WAY 32A DP SWITCH WITH NEON

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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© Copyright 2022 ABB. All rights reserved. 
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01 MOVING CONTACT  
 ASSEMBLY

02 FIXED CONTACT  
 ASSEMBLY L

03 PRESS PLATE

04 PISTON ASSEMBLY

05 ROCKER (RED)

06 FRONT COVER

07 FIXING SCREW

08 FRAME

09 NEON COVER

10 NEON ASSEMBLY (BLUE)

11 EARTH GRID 
 ASSEMBLY

12 FIXED CONTACT  
 ASSEMBLY N

13 SUPPORT PLATE 
 ASSEMBLY N

14 SUPPORT PLATE  
 ASSEMBLY L

15 BASE

16 SCREW

17 MOUNTING PLATE

2 14 3567

9 10 1714 168 11 12

13

15

86

86

33.5

• SWITCH RATING: 45A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1, MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES 

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:
• WHITE: BL179
• CLASSIC GREY: BL179-G
• STARRY BLACK: BL179-885
• ROYAL GOLD: BL179-PG

BL179

1 GANG 1 WAY 45A DP SWITCH WITH NEON

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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01 BASE

02 TERMINAL ASSEMBLY

03 STATIC CONTACT 
ASSEMBLY

04 MOVING CONTACT 
ASSEMBLY

05 SCREW

06 EARTH GRID ASSEMBLY

07 MOUNTING PLATE

08 INNER ROCKER

09 ROCKER

10 FIXING SCREW

11 FRAME

12 INDICATOR COVER

13 LED ASSEMBLY

14 PISTON ASSEMBLY

15 SUPPORT PLATE

16 MOVING CONTACT 
ASSEMBLY

17 STATIC CONTACT 
ASSEMBLY

• SWITCH RATING: 20 AX 250 V~
• COMPLY WITH IEC60669-1, BSEN60669-1, SS227, MSIEC60669-1
• FRAME, ROCKER, MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:
• WHITE: BL180WH
• CLASSIC GREY: BL180WH-G
• STARRY BLACK: BL180WH-885
• ROYAL GOLD: BL180WH-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL180WH

1 GANG 1 WAY 20AX DP SWITCH WITH LED,
MARKED WATER HEATER

3

4

2 110 9 8 7 56

11 12 1413 15 17

16

86

86

26.5

WATER HEATER

N1

L2

MS IEC 60669-1

BS EN 60669-1
IEC 60669-1  SS227-1

N2

L1

20AX 250V~
LOAD

FEED
DP.

L

N
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© Copyright 2022 ABB. All rights reserved. 
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01 L CONTACT ASSEMBLY

02 N CONTACT ASSEMBLY

03 PISTON ASSEMBLY 

04 ROCKER

05 SHUTTER SPRING

06 FRAME

07 FIXING SCREW

08 FRONT COVER

09 SHUTTER 

10 EARTH CONTACT

11 TERMINAL ASSEMBLY

12 SUPPORT PLATE 

13 MOVING CONTACT ASSEMBLY

14 SCREW

15 MOUNTING PLATE

16 BASE2 14 356

9 10 15148 11 12 13

16

7

86

86

36.2

• SOCKET RATING: 15A 250V~
• COMPLY WITH BS546, SS472, MS1577
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:
• WHITE: BL209
• CLASSIC GREY: BL209-G
• STARRY BLACK: BL209-885
• ROYAL GOLD: BL209-PG

BL209

1 GANG 15A SWITCH SOCKET SP

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

N

L
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© Copyright 2022 ABB. All rights reserved. 
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01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER (RED)

08 FIXING SCREW

09 FRAME

10 LIGHT COVER

11 FRONT COVER

12 NEON ASSEMBLY 
 (BLUE)

13 EARTH CONTACT 

14 BLOCK

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 SCREW

18 MOUNTING PLATE

19 BASE

2 15 348

12 13 181711 14 15 16

19

10

679

86

86

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL213 
CLASSIC GREY: BL213-G 
STARRY BLACK: BL213-885 
ROYAL GOLD: BL213-PG

BL213

1 GANG 13A SWITCH SOCKET SP
WITH RED ROCKER & NEON

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

30.3

N

L
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© Copyright 2022 ABB. All rights reserved. 
Specifications subject to change without notice.

2 15 348

11 161510 12 13 14

17679

01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER (RED)

08 FIXING SCREW

09 FRAME

10 FRONT COVER

11 EARTH CONTACT 

12 BLOCK

13 MOVING CONTACT  
 ASSEMBLY

14 L SUPPORT PLATE

15 SCREW

16 MOUNTING PLATE

17 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL214 
CLASSIC GREY: BL214-G 
STARRY BLACK: BL214-885 
ROYAL GOLD: BL214-PG

BL214

1 GANG 13A SWITCH SOCKET SP
WITH RED ROCKER

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

86

86

30.3

N

L
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N

L

2 15 3

4

161512 13 14

17679 81011

01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE 

03 SHUTTER SPRING 

04 SHUTTER 

05 L CONTACT ASSEMBLY 

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER (RED)

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 L CONTACT ASSEMBLY

13 MOVING CONTACT  
 ASSEMBLY

14 L SUPPORT PLATE

15 SCREW

16 MOUNTING PLATE

17 BASE

BL215

2 GANG 13A SWITCH SOCKET SP 
WITH RED ROCKER

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL215 
CLASSIC GREY: BL215-G 
STARRY BLACK: BL215-885 
ROYAL GOLD: BL215-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

30.8146

86
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© Copyright 2022 ABB. All rights reserved. 
Specifications subject to change without notice.

2 15 348

11 161510 12 13 14

17679

01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING 

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER 

08 FIXING SCREW

09 FRAME

10 FRONT COVER

11 EARTH CONTACT 

12 BLOCK

13 MOVING CONTACT 
 ASSEMBLY

14 L SUPPORT PLATE

15 SCREW

16 MOUNTING PLATE

17 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL224 
CLASSIC GREY: BL224-G 
STARRY BLACK: BL224-885 
ROYAL GOLD: BL224-PG   

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

30.386

86

N

L

BL224

1 GANG 13A SWITCH SOCKET SP
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2 15 3

4

161512 13 14

17679 81011

01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE 

03 SHUTTER SPRING 

04 SHUTTER 

05 L CONTACT ASSEMBLY 

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER (RED)

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 L CONTACT ASSEMBLY

13 MOVING CONTACT 
 ASSEMBLY

14 L SUPPORT PLATE

15 SCREW

16 MOUNTING PLATE

17 BASE

BL227

 
2 GANG 13A SWITCH SOCKET SP

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED 
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC 
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL227 
CLASSIC GREY: BL227-G 
STARRY BLACK: BL227-885 
ROYAL GOLD: BL227-PG

EXPLODED VIEW

146

86

30.8

DIMENSIONS WIRING DIAGRAM

N

L
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2 15 348

12 13 181711 14 15 16

19

10

679

30.386

86

01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING 

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER

08 FIXING SCREW

09 FRAME

10 LIGHT COVER

11 FRONT COVER

12 NEON ASSEMBLY (BLUE)

13 EARTH CONTACT 

14 BLOCK

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 SCREW

18 MOUNTING PLATE

19 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC 
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL229 
CLASSIC GREY: BL229-G 
STARRY BLACK: BL229-885 
ROYAL GOLD: BL229-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL229

1 GANG 13A SWITCH SOCKET SP
WITH NEON

N

L
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2 15 3

4

181712 13 15

19679 81011

14 16

146

86

30.8

01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE

03 SHUTTER SPRING 

04 SHUTTER 

05 L CONTACT ASSEMBLY 

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 LIGHT COVER

13 NEON ASSEMBLY (BLUE)

14 L CONTACT ASSEMBLY

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 SCREW

18 MOUNTING PLATE

19 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED  
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL230 
CLASSIC GREY: BL230-G 
STARRY BLACK: BL230-885 
ROYAL GOLD: BL230-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL230

2 GANG 13A SWITCH SOCKET SP
WITH NEON

N

L
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2 15 3

4

181712 13 15

19679 81011

14 16

146

86

30.8

01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE

03 SHUTTER SPRING 

04 SHUTTER 

05 L CONTACT ASSEMBLY 

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 LIGHT COVER

13 NEON ASSEMBLY (BLUE)

14 L CONTACT ASSEMBLY

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 SCREW

18 MOUNTING PLATE

19 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED 
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL236 
CLASSIC GREY: BL236-G 
STARRY BLACK: BL236-885 
ROYAL GOLD: BL236-PG

EXPLODED VIEW

DIMENSIONS

BL236

2 GANG 13A SWITCH SOCKET SP
WITH RED ROCKER & NEON

N

L

WIRING DIAGRAM
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2 15 348

11 161510 12 13 14

17679

86

86

30.3

01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING 

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER

08 FIXING SCREW

09 FRAME

10 FRONT COVER

11 EARTH CONTACT 

12 BLOCK

13 MOVING CONTACT 
 ASSEMBLY

14 L SUPPORT PLATE

15 SCREW

16 MOUNTING PLATE

17 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC 
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL237 
CLASSIC GREY: BL237-G 
STARRY BLACK: BL237-885 
ROYAL GOLD: BL237-PG

EXPLODED VIEW

BL237

 
1 GANG 13A SWITCH SOCKET DP

N

L

DIMENSIONS WIRING DIAGRAM
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2 15 348

12 13 181711 14 15 16

19

10

679

86

86

30.3

01 TERMINAL ASSEMBLY

02 L CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 SHUTTER SPRING 

05 SHUTTER

06 PISTON ASSEMBLY

07 ROCKER

08 FIXING SCREW

09 FRAME

10 LIGHT COVER

11 FRONT COVER

12 NEON ASSEMBLY (BLUE)

13 EARTH CONTACT 

14 BLOCK

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 SCREW

18 MOUNTING PLATE

19 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM 
• PRODUCT TYPE REFERENCE: 

WHITE: BL238 
CLASSIC GREY: BL238-G 
STARRY BLACK: BL238-885 
ROYAL GOLD: BL238-PG

EXPLODED VIEW

BL238

1 GANG 13A SWITCH SOCKET DP
WITH NEON

N

L

DIMENSIONS WIRING DIAGRAM
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2 15

34

191812 15 16

679 810

17141311

146

86

30.8

01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE

03 L CONTACT ASSEMBLY 

04 SHUTTER 

05 SHUTTER SPRING

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER 

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 N CONTACT ASSEMBLY

13 L CONTACT ASSEMBLY

14 N CONTACT ASSEMBLY

15 MOVING CONTACT 
 ASSEMBLY

16 L SUPPORT PLATE

17 BASE

18 SCREW

19 MOUNTING PLATE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED  
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL239 
CLASSIC GREY: BL239-G 
STARRY BLACK: BL239-885 
ROYAL GOLD: BL239-PG 

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL239

 
2 GANG 13A SWITCH SOCKET DP

N

L
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01 TERMINAL ASSEMBLY

02 N SUPPORT PLATE

03 L CONTACT ASSEMBLY 

04 SHUTTER 

05 SHUTTER SPRING 

06 EARTH GRID ASSEMBLY

07 PISTON ASSEMBLY

08 ROCKER 

09 FRONT COVER

10 FIXING SCREW

11 FRAME

12 LIGHT COVER

13 NEON ASSEMBLY (BLUE)

14 N CONTACT ASSEMBLY

15 L CONTACT ASSEMBLY

16 N CONTACT ASSEMBLY

17 MOVING CONTACT 
 ASSEMBLY

18 L SUPPORT PLATE

19 SCREW BASE

20 MOUNTING PLATE

21 BASE

• SOCKET RATING: 13A 250V~
• COMPLY WITH BS1T363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED  
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL240 
CLASSIC GREY: BL240-G  
STARRY BLACK: BL240-885 
ROYAL GOLD: BL240-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL240

2 GANG 13A SWITCH SOCKET DP
WITH NEON

N

L
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01 E CONTACT

02 TERMINAL ASSEMBLY

03 BLOCK

04 L CONTACT ASSEMBLY 

05 N CONTACT ASSEMBLY 

06 SHUTTER

07 SHUTTER SPRING

08 FRAME 

09 FIXING SCREW

10 FRONT COVER

11 ROCKER

12 PISTON ASSEMBLY

13 MOVING CONTACT 
 ASSEMBLY

14 SUPPORT PLATE

15 PCBA

16 MOUNTING PLATE

17 BASE

• SOCKET RATING: 13A 250V~
• TOTAL USB OUTPUT: 5V  2.1A
• COMPLY WITH BS1363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 47 ± 2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL261 
CLASSIC GREY: BL261-G 
STARRY BLACK: BL261-885 
ROYAL GOLD: BL261-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL261

1 GANG 13A SWITCH SOCKET DP
WITH USB

N

L
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9 11 12 13 19
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01 TERMINAL ASSEMBLY

02 FIXED CONTACT ASSEMBLY

03 N CONTACT ASSEMBLY 

04 L CONTACT ASSEMBLY 

05 FIXED CONTACT  
 ASSEMBLY N

06 PCBA (RIGHT)

07 PCBA (LEFT)

08 FRAME

09 FRONT COVER

10 FIXING SCREW

11 ROCKER (LEFT)

12 ROCKER (RIGHT)

13 PISTON ASSEMBLY

14 SHUTTER SPRING

15 SHUTTER

16 MOVING CONTACT 
 ASSEMBLY

17 N SUPPORT PLATE

18 L SUPPORT PLATE

19 SCREW

20 EARTH GRID  
 ASSEMBLY 

21 MOUNTING PLATE

22 BASE

• SOCKET RATING: 13A 250V~
• USB OUTPUT: 5V  2X2.1A
• COMPLY WITH BS1363-2, SS145-2, SASO2203, MS589-2
• LIVING CONTACTS ARE COMPLETELY SHUTTERED 
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 2 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 47 ± 2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL262 
CLASSIC GREY: BL262-G 
STARRY BLACK: BL262-885 
ROYAL GOLD: BL262-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL262

2 GANG 13A SWITCH SOCKET DP
WITH USB

N

L
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EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL294

1 GANG 13A SWITCHED MULTI-SOCKET OUTLET

• SOCKET RATING: 13 A 250 V~
• LIVING CONTACTS ARE COMPLETELY SHUTTERED
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:

WHITE: BL294
CLASSIC GREY: BL294-G
STARRY BLACK: BL294-885
ROYAL GOLD: BL294-PG

01  BASE

02  EARTH CONTACT

03  L CONTACT

04  N CONTACT

05  SHUTTER SPRING

06  FIXING SCREW

07  FRAME

08  MOUNTING PLATE

09  SHUTTER

10  TERMINAL ASSEMBLY

11  ROCKER

12  PISTON ASSEMBLY

13  FIXED CONTACT ASSEMBLY

14  MOVING CONTACT ASSEMBLY

15  SCREW

86 36.8

86

N

L
 Earth
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BL301

1 GANG TV OUTLET, DEAD-END LINE

01 THREAD CONNECTOR

02 HEX NUT

03 TV OUTLET

04 FRAME

05 FRONT COVER

06 GASKET

07 CRIMPING WASHER

08 FIXING SCREW

09 MOUNTING PLATE

• FIT INTO 1 GANG VERTICAL FRAME
• FRAME AND MOUNTING PLATE ARE MADE OF PC
• MARKED WITH TV ICONS
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL301 
CLASSIC GREY: BL301-G 
STARRY BLACK: BL301-885 
ROYAL GOLD: BL301-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL301

4

3 2 1

5 6 7 8 9
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BL308

1 GANG SAT OUTLET - 45 DEGREE

01 CONNECTOR ASM

02 FRONT COVER

03 FIXING SCREW

04 FRAME

05 NUT

06 JOINT RING

07 BASE

08 MOUNTING PLATE

• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, FRONT COVER AND MOUNTING PLATE ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2MM 
• PRODUCT TYPE REFERENCE:  

WHITE: BL308 
CLASSIC GREY: BL308-G 
STARRY BLACK: BL308-885 
ROYAL GOLD: BL308-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM



9
A

K
K

10
79

9
2

A
4

0
72

, R
E

V 
C

, 0
8

.2
2

© Copyright 2022 ABB. All rights reserved. 
Specifications subject to change without notice.

7

3 2 1

8

4

5 6

86

86

38.8

BL317

2 GANG DATA OUTLET RJ45 CAT.6a

01 RJ45 CAT.6A MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.6A CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM 
• PRODUCT TYPE REFERENCE: 

WHITE: BL317 
CLASSIC GREY: BL317-G 
STARRY BLACK: BL317-885 
ROYAL GOLD: BL317-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL318

1 GANG DATA OUTLET RJ45 CAT.6a

01 RJ45 CAT.6A MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.6A CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL318 
CLASSIC GREY: BL318-G 
STARRY BLACK: BL318-885 
ROYAL GOLD: BL318-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL321

1 GANG TELEPHONE OUTLET

01 RJ11 TEL MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ11 TELEPHONE CONNECTOR
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH TELEPHONE ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL321 
CLASSIC GREY: BL321-G 
STARRY BLACK: BL321-885 
ROYAL GOLD: BL321-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

WIRING DIAGRAM
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BL322

2 GANG TELEPHONE OUTLET

01 RJ11 TEL MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ11 TELEPHONE CONNECTOR
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH TELEPHONE ICONS
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL322 
CLASSIC GREY: BL322-G 
STARRY BLACK: BL322-885 
ROYAL GOLD: BL322-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

WIRING DIAGRAM
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BL324

2 GANG TV/TELEPHONE OUTLET

01 RJ11 TEL MODULAR

02 TV CABLE CLAP

03 CAT COVER

04 FIXING SCREW

05 FRAME

06 FRONT COVER

07 TV OUTLET ASM

08 SPRING

09 BASE

10 SCREW

11 MOUNTING PLATE

• SUITABLE FOR RJ11 TELEPHONE CONNECTOR
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH TV AND TELEPHONE ICONS
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL324 
CLASSIC GREY: BL324-G 
STARRY BLACK: BL324-885 
ROYAL GOLD: BL324-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL325

2 GANG TV/DATA OUTLET CAT.5e

01 RJ45 CAT.5E MODULAR

02 TV CABLE CLAP

03 CAT COVER

04 FIXING SCREW

05 FRAME

06 FRONT COVER

07 TV OUTLET ASM

08 SPRING

09 BASE

10 SCREW

11 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.5E CABLE
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH TV AND COMPUTER ICONS
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL325 
CLASSIC GREY: BL325-G 
STARRY BLACK: BL325-885 
ROYAL GOLD: BL325-PG

EXPLODED VIEW

BS 5733

DIMENSIONS WIRING DIAGRAM
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BL329

2 GANG DATA OUTLET RJ45 CAT.6

01 RJ45 CAT.6 MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.6 CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL329 
CLASSIC GREY: BL329-G 
STARRY BLACK: BL329-885 
ROYAL GOLD: BL329-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL331

1 GANG DATA OUTLET RJ45 CAT.5e

01 RJ45 CAT.5E MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.5E CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL331 
CLASSIC GREY: BL331-G 
STARRY BLACK: BL331-885 
ROYAL GOLD: BL331-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL331-H

1 GANG DATA OUTLET HOUSING

01 CAT COVER

02 FIXING SCREW

03 FRAME

04 FRONT COVER

05 SPRING

06 BASE

07 MOUNTING PLATE

• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER  

ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL332 
CLASSIC GREY: BL331-G 
STARRY BLACK: BL331-885 
ROYAL GOLD: BL331-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL332

2 GANG DATA OUTLET RJ45 CAT.5e

01 RJ45 CAT.5E MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.5E CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL332 
CLASSIC GREY: BL332-G 
STARRY BLACK: BL332-885 
ROYAL GOLD: BL332-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL332-H

2 GANG DATA OUTLET HOUSING

01 CAT COVER

02 FIXING SCREW

03 FRAME

04 FRONT COVER

05 SPRING

06 BASE

07 MOUNTING PLATE

• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL332-H 
CLASSIC GREY: BL332-H-G 
STARRY BLACK: BL332-H-885 
ROYAL GOLD: BL332-H-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL333

1 GANG DATA OUTLET RJ45 CAT.6

01 RJ45 CAT.6 MODULAR

02 CAT COVER

03 FIXING SCREW

04 FRAME

05 FRONT COVER

06 SPRING

07 BASE

08 MOUNTING PLATE

• SUITABLE FOR RJ45 CAT.6 CABLE
• EQUIPPED WITH SHUTTER
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE AND SHUTTER ARE MADE OF PC
• MARKED WITH COMPUTER ICON
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL333 
CLASSIC GREY: BL333-G 
STARRY BLACK: BL333-885 
ROYAL GOLD: BL333-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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BL401

SHAVER SOCKET

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

• RATED VOLTAGE: 230 V~ 50/60 Hz
• RATED POWER: 20 VA
• OPERATION VOLTAGE: 115/230 V~ 50/60 Hz
• TYPE OF PROTECTION: IP21
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 47 ± 2 MM
• PRODUCT TYPE REFERENCE:

WHITE: BL401
CLASSIC GREY: BL401-G
STARRY BLACK: BL401-885
ROYAL GOLD: BL401-PG

01  SHAVER SOCKET MODULE

02  FIXING SCREW

03  FRAME

N
L

 Earth
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BL405

LED DIMMER

01 BASE

02 FRONT COVER

03 NUT

04 FRAME

05 KNOB ASSEMBLY

06 GASKET

07 PCBA

08 MOUNTING PLATE

09 FIXING SCREW

• DIMMER RATING: 220 V~ 50/60 HZ 3-150 VA
• COMPLY WITH IEC60669-2-1
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE, KNOB ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL405
CLASSIC GREY: BL405-G
STARRY BLACK: BL405-885
ROYAL GOLD: BL405-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM - 1 WAY OPERATION

4 3 2 1 9

5 6 7 8

ON/OFF
PUSH

N

L

Dimmable 
LED Lamp
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BL405

LED DIMMER

01 BASE

02 FRONT COVER

03 NUT

04 FRAME

05 KNOB ASSEMBLY

06 GASKET

07 PCBA

08 MOUNTING PLATE

09 FIXING SCREW

• DIMMER RATING: 220 V~ 50/60 HZ 3-150 VA
• COMPLY WITH IEC60669-2-1
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE, KNOB ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL405
CLASSIC GREY: BL405-G
STARRY BLACK: BL405-885
ROYAL GOLD: BL405-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM - 2 WAY OPERATION

4 3 2 1 9

5 6 7 8

COM L2

L1

20AX 250V~

MS IEC 60669-1
BS EN 60669-1
IEC 60669-1  SS227-1

N

L

Dimmable 
LED Lamp

1G 2W SwitchLED Dimmer

ON/OFF
PUSH
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BL412

ROTARY DIMMER

01 BASE

02 FRONT COVER

03 NUT

04 FRAME

05 FIXING SCREW

06 KNOB ASSEMBLY

07 GASKET

08 PCBA

09 MOUNTING PLATE

• DIMMER RATING: 220 V~ 50/60 Hz 25-500 VA
• COMPLY WITH IEC60669-2-1
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE, KNOB ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL412 
CLASSIC GREY: BL412-G 
STARRY BLACK: BL412-885 
ROYAL GOLD: BL412-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

4 3 2 1 5

6 7 8 9

N

L
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BL422

FAN REGULATOR

01 BASE

02 FRONT COVER

03 NUT

04 FRAME

05 FIXING SCREW

06 KNOB ASSEMBLY

07 GASKET

08 PCBA

09 MOUNTING PLATE

• RATING: 220 V~ 50/60 Hz 25-500 VA
• COMPLY WITH IEC60669-2-1
• FIT INTO 1 GANG VERTICAL FRAME
• FRAME, MOUNTING PLATE, KNOB ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ±2 MM
• PRODUCT TYPE REFERENCE:  

WHITE: BL422 
CLASSIC GREY: BL422-G 
STARRY BLACK: BL422-885 
ROYAL GOLD: BL422-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

4 3 2 1 5

6 7 8 9

N

L
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7

4

8

3

9 10

2 1

11

56

12

13

35.2

BL429

1 GANG 1 WAY 10A PUSH SWITCH MARKED BELL

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING COTACT  
 ASSEMBLY

04 SPRING

05 INNER ROCKER

06 FRAME

07 ROCKER

08 FIXING SCREW

09 PISTON ASSEMBLY

10 UPPER BASE

11 FIXED CONTACT  
 ASSEMBLY

12 MOUNTING PLATE

13 BASE

• SWITCH RATING: 10 A 250 V~
• COMPLY WITH IEC60669-1, BSEN60669-1,  

MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL429 
CLASSIC GREY: BL429-G 
STARRY BLACK: BL429-885 
ROYAL GOLD: BL429-PG

EXPLODED VIEW

N

L

DIMENSIONS WIRING DIAGRAM

86

86
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7

4

8

3

9 10

2 1

11

56

12

13

35.2

BL430

1 GANG 1 WAY 10A PUSH SWITCH

01 SUPPORT PLATE

02 TERMINAL ASSEMBLY

03 MOVING CONTACT  
 ASSEMBLY

04 SPRING

05 INNER ROCKER

06 FRAME

07 ROCKER

08 FIXING SCREW

09 PISTON ASSEMBLY

10 UPPER BASE

11 FIXED CONTACT  
 ASSEMBLY

12 MOUNTING PLATE

13 BASE

• SWITCH RATING: 10A 250V~
• COMPLY WITH IEC60669-1, BSEN60669-1,  

MS IEC60669-1
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG HORIZONTAL FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL430 
CLASSIC GREY: BL430-G 
STARRY BLACK: BL430-885 
ROYAL GOLD: BL430-PG

EXPLODED VIEW

N

L

DIMENSIONS WIRING DIAGRAM

86

86
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4

12

3

86

86

14.2

BL504

1 GANG BLANK PLATE

01 FIXING SCREW

02 FRAME

03 BLANK COVER

04 MOUNTING PLATE

• COMPLY WITH BS5733
• FRAME AND MOUNTING PLATE ARE MADE OF PC
• FIT INTO 1 GANG VERTICLE FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL504 
CLASSIC GREY: BL504-G 
STARRY BLACK: BL504-885 
ROYAL GOLD: BL504-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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4

12

3

146

86

12.7

BL505

2 GANG BLANK PLATE

01 FIXING SCREW

02 FRAME

03 BLANK COVER

04 MOUNTING PLATE

• COMPLY WITH BS5733
• FRAME AND MOUNTING PLATE ARE MADE OF PC  
• FIT INTO 2 GANG HORIZONTAL FRAME  
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL505 
CLASSIC GREY: BL505-G  
STARRY BLACK: BL505-885 
ROYAL GOLD: BL505-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM
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5 3 2 16

14

7

13

10

12 15

17 1

4

8

6

9

11

86

86

26.5

01 FIXING SCREW

02 CONTACT RIGHT 

03 CONTACT LEFT

04 TERMINAL ASSEMBLY

05 N CONTACT

06 FRONT COVER

07 PLASTIC BLOCK

08 FUSE COVER

09 FUSE

10 FIXING SCREW

11 FRAME

12 BASE

13 EARTH GRID

14 MOUNTING PLATE

15 SCREW

16 FIXING FRAME

17 PRESS STRIP

• FCU RATING: 13A 250V~ 
• COMPLY WITH BS1363-4 SS403 
• FRAME, ROCKER, MOUTING PLATE AND  

FUSE COVER ARE MADE OF PC
• FIT INTO 1 GANG VERTICLE FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL506 
CLASSIC GREY: BL506-G  
STARRY BLACK: BL506-885 
ROYAL GOLD: BL506-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL506

FUSED CONNECTION UNIT 13A

 

N

L
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86

86

26.5

10 46 1237

14 15 16 2117 18 23 242519 22

11 8 5913

20

12

01 FIXING SCREW

02 PRESS STRIP

03 FIXING FRAME

04 SCREW

05 SUPPORT PLATE  
 ASSEMBLY N

06 L CONTACT ASSEMBLY

07 PISTON ASSEMBLY 

08 ROCKER

09 TERMINAL ASSEMBLY

10 FUSE COVER

11 FUSE

12 PLASTIC BLOCK

13 FRAME

14 FIXING SCREW

15 LIGHT COVER

16 NEON ASSEMBLY (BLUE)

17 PRESS PLATE

18 STATIC CONTACT  
 ASSEMBLY L

19 MOVING CONTACT 
 ASSEMBLY

20 SUPPORT PLATE  
 ASSEMBLY N

21 STATIC CONTACT  
 ASSEMBLY N

22 EARTH GRID

23 SCREW

24 MOUNTING PLATE

25 BASE

• FCU RATING: 13A 250V~ 
• COMPLY WITH BS1363-4 SS403
• FRAME, ROCKER, MOUTING PLATE AND  

FUSE COVER ARE MADE OF PC
• FIT INTO 1 GANG VERTICLE FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL507 
CLASSIC GREY: BL507-G 
STARRY BLACK: BL507-885 
ROYAL GOLD: BL507-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL507

1 GANG 13A SWITCH FUSED
CONNECTION UNIT WITH NEON

N

L
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10 46 1237

14 1915 16 21 222317 20

11 8 591213

18

86

86

30

01 FIXING SCREW

02 PRESS STRIP

03 FIXING FRAME

04 SCREW

05 SUPPORT PLATE  
 ASSEMBLY N

06 L CONTACT ASSEMBLY

07 PISTON ASSEMBLY 

08 ROCKER

09 TERMINAL ASSEMBLY

10 FUSE COVER

11 FUSE

12 PLASTIC BLOCK

13 FRAME

14 FIXING SCREW

15 PRESS PLATE

16 STATIC CONTACT  
 ASSEMBLY L

17 MOVING CONTACT 
 ASSEMBLY

18 SUPPORT PLATE 
 ASSEMBLY N

19 STATIC CONTACT  
 ASSEMBLY N

20 EARTH GRID

21 SCREW

22 MOUNTING PLATE

23 BASE

• FCU RATING: 13A 250V~
• COMPLY WITH BS1363-4 SS403
• FRAME, ROCKER, MOUTING PLATE AND  

FUSE COVER ARE MADE OF PC
• FIT INTO 1 GANG VERTICLE FRAME
• COMPATIBLE WITH INSTALLATION BOXES  

OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE: 

WHITE: BL508 
CLASSIC GREY: BL508-G  
STARRY BLACK: BL508-885 
ROYAL GOLD: BL508-PG

EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL508

1 GANG 13A SWITCH FUSED
CONNECTION UNIT

N

L
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EXPLODED VIEW

DIMENSIONS WIRING DIAGRAM

BL590

FlEX OUTLET 45A

• SWITCH RATING: 45 A 250 V~
• COMPLY WITH BS 5733, MS1144, MS1145
• FRAME, ROCKER, MOUTING PLATE ARE MADE OF PC
• COMPATIBLE WITH INSTALLATION BOXES OF DEPTH 35 ± 2 MM
• PRODUCT TYPE REFERENCE:

WHITE: BL590
CLASSIC GREY: BL590-G
STARRY BLACK: BL590-885
ROYAL GOLD: BL590-PG

01  BASE

02  TERMINAL ASSEMBLY

03  MIDDLE COVER

04  TERMINAL ASSEMBLY

05  CABLE HOLDER

06  FRAME

07  SCREW

08  MOUNTING PLATE

09  FIXING SCREW

10  METAL PLATE

11  CONNECTION PLATE

12  EARTH TERMINAL ASSEMBLY

13  EARTH GRID

14  RIVET

N

L
 Earth

 Earth


