320

With Lean ID option (not for IRB 6790)

AX 1
Ax 2
Ax 3
Ax 4
Ax 5
AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+120°
+220°

1187 920  _
1908 - 2650
Variant Sheet
235/2 65 1 IRB 6700/ 6790 -235/2.65
205/2.80 2
175/3.05 3
150/3.20 4
200/2.60 5 IRB 6700-235/2.65
Working range
155/2.85 6 Av1 +170°
300/2.70 I Ax2  +85°/-65°
Ax3  +70°/-180°
245/3.00 8 Ax4d  +300°
300/2.60Inv 9 Ax5  £130°
Ax6  +360°
245/2.90Inv 10
1 2 3

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

eeeeeeeeeeeeeeeeeeee

IRB 6700/ 6790 -235/2.65

Approved

AL ID D
Mpm»

6

Responsible Department

ECO number

Description

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

ooooooooooo

3HAC043446-004
8

eeeee

Rev. ind.

04



@]

uthority

n. Reproduction, use or

serve all rights in this document and in the in-
i ntained therei
s strictly forbidden. © Copyright 2003 ABB

osure to third parties without express a

We re:
formation col
discl

W)

3259

1281 958

2039 2794

308

IRB 6700/ 6790 -205/2.80

IRB 6700-205/2.80

Working range
Ax1 £170°
Ax2  +85°/-65°
Ax3  +70°/-180°
Ax4  +£300°
Axd  £130°
Ax6  +360°

With Lean ID option (not for IRB 6790)

Working range

AX 1
Ax 2
Ax 3
Ax 4
Ax 5

AX 6

+170°
+85°/-65°
+70°/-180°
+300°
+120°
+220°

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Supplementary document Doc. type ' Document

170°

IRB 6700/ 6790 -205/2.80

Approved

AL ID D
Mpm»

6

Responsible Department

Take over department

ECO number

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet

No. of sh.

04



@]

uthority

n. Reproduction, use or

ained therei

t

serve all rights in this document and in the in-

osure to third parties without express a
is strictly forbidden. © Copyright 2003 ABB

‘ormation con
I
1

We re:
f
d

W)

1527

3520

726

1109

2314

3056

IRB 6700-175/3.05

IRB 6700-175/3.05

Ax 1
Ax 2
Ax 3
Ax 4
Ax 5

AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+130°
+360°

With Lean ID option

Ax 1
Ax 2
Ax 3
Ax 4
Ax 5

AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+120°

+220°

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

IRB 6700-175/3.05

Prepared
Approved

Status

Approved

AL ID D
Mpm»

6

Supplementary document Doc. type ' Document Description

170°

Responsible Department Description SWD Drawing

Take over department

Working area IRB 6700/ 6790
ECO number Arbetsomrade IRB 6700/ 6790

3HAC043446-004
7 8

Sheet

No. of sh.

04



@]

uthority

n. Reproduction, use or

ed therei

ntain

serve all rights in this document and in the in-

osure to third parties without express a
is strictly forbidden. © Copyright 2003 ABB

‘ormation col
I
1

We re:
f
d

W)

1604

3665

1067

2445

713

3200

IRB 6700-150/3.20

IRB 6700-150/3.20

With Lean ID option

Ax 1
Ax 2
AX 3
Ax 4
Ax 5
AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+130°
+360°

Ax 1
Ax 2
AX 3
Ax 4
Ax 5

AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+120°

+220°

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Supplementary document

170°

IRB 6700-150/3.20

Prepared
Approved

Status

Approved

AL ID D
Mpm»

6

Responsible Department

Take over department

ECO number

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet

No. of sh.

04



@]

uthority

n. Reproduction, use or

serve all rights in this document and in the in-
ntained therei

osure to third parties without express a
s strictly forbidden. © Copyright 2003 ABB

We re:
formation col
discl

W)

[] '-—-—|-|-—-—r--|-;._-lll

1150 o 911

1859 2601

282

IRB 6700-200/2.60

IRB 6700-200/2.60

Working range
Ax1  £170°
Ax2  +85°/-65°
Ax3  +70°/-180°
Ax4  £300°
Ax5  £130°
Ax6  £360°

With Lean ID option

AX 1
Ax 2
Ax 3
Ax 4
Ax 5
AXx 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+120°
+220°

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Supplementary document Doc. type ' Document

170°

IRB 6700-200/2.60

Approved

AL ID D
Mpm»

6

Responsible Department

Take over department

ECO number

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet

No. of sh.

04



@]

uthority

n. Reproduction, use or

ed therei

ntain

serve all rights in this document and in the in-

osure to third parties without express a
is strictly forbidden. © Copyright 2003 ABB

‘ormation co
I
1

We re:
f
d

W)

1352 _ 994

|

2106

!

2848

IRB 6700-155/2.85

IRB 6700-155/2.85

AX 1
Ax 2
Ax 3
Ax 4
Ax 5
AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+130°
+360°

With Lean ID option

AX 1
Ax 2
Ax 3
Ax 4
Ax 5
AX 6

Working range

+170°
+85°/-65°
+70°/-180°
+300°
+120°
+220°

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Supplementary document Doc. type ' Document

170°

IRB 6700-155/2.85

Prepared
Approved

Status

Approved

AL ID D
Mpm»

6

Responsible Department

Take over department

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet

No. of sh.

04



nt and in the in-
on contained therein. Reproduction, use or
without express a

rve all rights in this docume

to third parties
s strictly forbidden. © Copyright 2003 ABB

closure

We rese
formati
d

W)

1187

1968

2818

IRB 6700-300/2.70

IRB 6700-300/2.70

With Lean ID option

Working range

AX 1
AXx 2

Ax 3
Ax 4
AX 5

AX 6

+170°

+85°/-65° (Ax 3: +70°/-45°)
+859-58° (Ax 3: +70/-180°)
+70°/-180°

+300°

+130°

+360°

AX 1
AX 2

Ax 3
Ax 4
AX 5

AX 6

Working range

+170°
+85°/-65° (Ax 3: +70°/-45°)
+859/-58° (Ax 3: +70°/-180°)
+70°/-180°

+300°

£120°

£220°

1

3 4

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Approved

AL ID D
Mpm»

6

Supplementary document

170°

IRB 6700-300/2.70

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet
No. .
10

04



@]

the in-
uthority

nt and in

eproduction, use or
Xpress a

to third parties without e:

on contained therein. R

closure

s strictly forbidden. © Copyright 2003 ABB

rve all rights in this docume

We rese
formati
d

W)

1518 _ 1057

2097

|

2967

IRB 6700-245/3.00

A

IRB 6700-245/3.00

With Lean ID option

Working range

AX 1
AX 2

Ax 3

+170°

AX 1

+85°/-65° (Ax 3: +70°-45°) | lAx 2

+859/-58° (Ax
+70°/-180°

3. +70%-180°)
Ax 3

Working range

£170°

+85°/-65° (Ax 3: +70°/-45°)
+859/-58° (Ax 3: +70°-180°)
+70°/-180°

Ax4  +300° Ax4  +300°
Ax5  +130° Ax5 +120°
Ax6  +360° Ax6  +220°
1 2 3 4

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

5

Supplementary document

170°

IRB 6700-245/3.00

Approved

AL ID D
Mpm»

6

Description SWD Drawing

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

3HAC043446-004
8

Sheet
No. .
10

04



2617

957

3204

IRB 6700-300/2.60Inv
IRB 6700-300/2.60Inv With Lean ID option
Working range Working range

Ax1  £170° Ax1 £170°

Ax2  +85°/-65° (Ax 3: +70°-29°) | Ax2  +85°/-65° (Ax 3: +70°-29°)
+85°/-58° (Ax 3: +70°/-83°) +85%-58° (Ax 3: +70°/-85°)
+85%-50° (Ax 3: +70°/-158°) +85°-50° (Ax 3: +70°/-158°)
+85°%-37° (Ax 3: +70°-180°) +85°-37° (Ax 3: +70°-180°)

Ax3  +70°/-180° Ax3  +70°/-180°

Ax4  £300° Ax4  +300°

Axd  £130° Axo  +120°

Ax6  £360° Ax6  +220°

2 3 4

Sheet 9 and 10 added. V

ariant IRB 6790 added on sheet 1 and 2

Latest Revision

IRB 6700-300/2.60Inv

tttttt

Responsible Department

EEEEEEEEE

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

ooooooooooo

3HAC043446-004
8

eeeee

Rev. ind.

04



2864

B\
oo
| |
| |

1057

3451

IRB 6700-245/2.90Inv

IRB 6700-245/2.90Inv With Lean ID option
Working range Working range
Ax1 £170° Ax1 £170°
Ax2  +85°/-65° (Ax 3: +70°%-29°) | Ax2  +85°/-65° (Ax 3: +70°-29°)
+85°/-58° (Ax 3: +70°-83°) +85°/-58° (Ax 3: +70°-83°)
+85°/-50° (Ax 3: +70°-1358°) +85°-50° (Ax 3: +70°/-158°)
+85°-37° (Ax 3: +70°-180°) +85°-37° (Ax 3: +70°-180°)
Ax3  +70°/-180° Ax3  +70°/-180°
Ax4  +300° Ax4  +£300°
Axd  £130° Axd  £120°
Ax6  +360° Ax6  +220°
1 2 3 4

Sheet 9 and 10 added. Variant IRB 6790 added on sheet 1 and 2

Latest Revision

eeeeeeeeeeeeeeeeeeee

IRB 6700-245/2.90Inv

tttttt

Approved

AL ID D
Mpm»

6

Responsible Department

EEEEEEEEE

Description

Working area IRB 6700/ 6790
Arbetsomrade IRB 6700/ 6790

ooooooooooo

3HAC043446-004
8

eeeee

Rev. ind.

04



	235/2.65
	Drawing View1
	Drawing View2
	Drawing View9

	205/2.80
	Drawing View3
	Drawing View4
	Drawing View10

	175/3.05
	Drawing View5
	Drawing View6
	Drawing View11

	150/3.20
	Drawing View7
	Drawing View8
	Drawing View12

	200/2.60
	Drawing View13
	Drawing View15
	Drawing View20

	155/2.85
	Drawing View16
	Drawing View17
	Drawing View19

	300/2.70
	Drawing View21
	Drawing View22
	Drawing View23

	245/3.00
	Drawing View24
	Drawing View25
	Drawing View26

	300/2.60 Inv
	Drawing View27
	Drawing View28

	245/2.90 Inv
	Drawing View30
	Drawing View31


