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S200 MT range
Complete protection for the traction industry

The miniature circuit breaker S200 MT 
extends the established ABB 
System pro M compact® product 
range with a dedicated offer for the 
traction industry. The S200 MT 
impresses with its performance: its 
high in-built short circuit breaking 
capacity across the entire range 
dedicated plastic material to 
comply to the strictest traction 
standards make it truly unique.

—
01 S200 MT range

—
01

Main features:
• Dedicated plastic material to comply to European 

Fire & Smoke Standard (EN 45545-2)
• Tested according shock and vibration standards 

(IEC/ EN 61373) making it suitable for rolling stock 
installations

• All current System pro M compact® accessories 
can be combined easily with S200 MT

• Designed for extreme conditions from  
-40°C up to +70°C

• Rated insulation voltage Ui  acc. to  IEC/EN 
60664-1 up to 440 V AC

• Contact Position Indicator (CPI), to clearly show 
the position of the main contacts

• Cross-section of conductors 0.75 mm² up to  
35 mm²

• Approved according to UL / CSA22.2 No.235  
Supplementary protection for general use  
(application Codes: TC2, OL0, SC: U1)
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Miniature Circuite Breaker S200 MT
Technical data

S200 MT

General Data Standards IEC/EN 60898-1, IEC/EN 60947-2 
UL 1077, CSA 22.2 No. 235
GB/T 14048.2, GB/T 10963.1  

Poles 1P, 2P, 3P, 4P, 1P+N, 3P+N

Tripping characteristics B, C, D, K, Z

Rated current In from 0.2 … 63 A

Rated frequency f 50 / 60 Hz

Rated insulation voltage Ui  acc. to   
IEC/EN 60664-1

 440 V AC

Overvoltage category III

Pollution degree 3

Electrical endurance ops. In < 32A: 20,000 ops (AC), In ≥ 32A: 10,000 ops. (AC); 
1,000 ops. (DC); 1 cycle (2s - ON, 13s - OFF, In ≤ 32A),  
1 cyle (2s - ON, 28s - OFF, In > 32A)

Data acc. to 
IEC/EN 
60947-2

Rated operational voltage Un 1P: 230 V AC; 1P+N: 230 V AC ; 2...4P: 440 V AC;  
3P+N: 440 V AC

Max. power frequency recovery voltage  
(Umax)

1P: 253 V AC; 1P+N: 253 V AC; 2P...4P: 462 V AC;  
3P+N: 462 V AC; 1P: 72 V DC; 2P: 125 V DC

Min. operating voltage 12 V AC - 12 V DC

Rated ultimate short-circuit breaking 
capacity Icn

15 kA

Rated service short-circuit breaking 
capacity Icn

≤ 40 A: 11.2 kA
50, 63 A: 7.5 kA

Rated impulse withstand voltage Uimp. 
(1.2/50µs) 

4 kV (test voltage 6.2 kV at sea level, 5 kV at 2,000 m)

Dielectric test voltage 2 kV (50 / 60 Hz, 1 min.)

Reference temperature for tripping 
characteristics

B, C, D, K, Z: 30 °C

Data acc. to 
IEC/EN 
60898-1

Rated operational voltage Un 1P: 230/400 V AC; 1P+N: 230 V AC ; 2...4P: 400 V AC; 
3P+N: 400 V AC

Max. power frequency recovery voltage 
(Umax)

1P: 253 V AC; 1P+N: 253 V AC; 2P: 440 V AC; 3...4P: 440 V 
AC; 3P+N: 440 V AC; 

Min. operating voltage 12 V AC - 12 V DC

Rated short-circuit capacity Icn 10 kA

Energy limiting class (B, C up to 40 A) 3

Rated impulse withstand voltage Uimp. 
(1.2/50µs) 

4 kV (test voltage 6.2 kV at sea level, 5 kV at 2,000 m)

Dielectric test voltage 2 kV (50 / 60 Hz, 1 min.)

Reference temperature for tripping 
characteristics

B, C, D: 30 °C

Data acc. to 
UL1077/CSA 
22.2 No. 235

Rated voltage 1 P: 277 V AC; 2…4 P: 277 V / 480Y 
1P: 60 V DC; 2P…4P: 125 V DC

Rated interrupting capacity acc. to UL 1077 6 kA AC; 10 kA DC

Short-circuit current rating acc. to UL 489 --

Application Suppl. prot. for general use. Application Codes: TC2, OL0, 
SC: U1

Reference temperature for tripping 
characteristics

B, C, D, K, Z: 25 °C

Electrical endurance ops. 6,000 ops (AC), 6,000 ops. (DC);  
1 cycle (1 s - ON, 9 s - OFF)

S200 MT
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Miniature Circuite Breaker S200 MT
Mechanical Data

S200 MT

Mechanical 
Data  

Housing Insulation group I, RAL 7035 

Toggle Insulation group II, black, sealable 

Contact position indication Real CPI (green OFF / red ON) 

Protection degree acc. to EN 60529 IP20, IP40 in enclosure with cover

Mechanical endurance ops. 20,000 ops.

Shock resistance acc.   
to IEC/EN 60068-2-27

25 g - 3 shocks - 18 ms

Vibration resistance acc.   
to IEC/EN 60068-2-6

5 g - 20 cycles at 5 ... 150 ... 5 Hz with load 0.8 In

Environmental conditions (damp heat) acc. 
to IEC/EN 60068-2-30

°C/RH 28 cycles with 55 °C/90-96 % and 25 °C/95-100 %

Ambient temperature -40 ... +70 °C
the average temperature during a day is not exceeding  
+35°C

Storage temperature -40 ... +70 °C 

Installation
 

Terminal Failsafe bi-directional cylinder-lift terminal

Cross-section of conductors (top/bottom)

Solid / Stranded 0.75 … 35 mm2

Flexible 0.75 … 25 mm2

Solid / Stranded 18 - 10 AWG

Flexible 18 - 4 AWG

Cross-section of busbars (top/bottom) 10 / 10 mm2

14 - 8 AWG

Tightening Torque 2.8 Nm

18 in-Ibs.

Screwdriver No. 2 Pozidrive

Mounting on DIN rail 35 mm acc. to EN 60715 by fast clip

Mounting position any 

Supply optional 

Dimensions 
and weight
 

Mounting dimensions acc. to DIN 43880 Mounting dimension 1

Pole dimensions (H x D x W) 88 x 69 x 17.5 mm

Pole weight ca. 115 g

Combination 
with 
auxiliary 
elements

Auxiliary contact Yes

Signal contact Yes

Shunt trip Yes

Undervoltage release Yes

Motor Operating Device Yes
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Miniature Circuite Breaker S200 MT
Tripping Characteristic

Characteristics B, C, and D according to IEC-EN60898
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Characteristic B, C, and D according to IEC-EN60947-2
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Tripping Characteristic
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Characteristic K and Z according to IEC-EN60947-2
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Miniature Circuite Breaker S200 MT
Limitation of specific let-through energy I2t
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Miniature Circuite Breaker S200 MT
Derating

Characteristic B, C, and D according to IEC-EN60947-2 
For installations of miniature circuit breakers at other temperatures than the reference value and installa-
tions of several miniature circuit breakers directly side by side, derating factors have to be considered.

Deviating ambient temperature
The rated value of the current of a miniature circuit breaker refers to a temperature of 30 °C for circuit- 
breakers. The following table contains the derating of load capability of S 200 MT MCBs with temperature 
from -40 °C to 70 °C.

Tripping
characteristic
 

Rated
Current
In (A)

Max. Operating currents depending on the ambient temperature T (°C)

-40 -30 -20 -10 0 10 20 30 40 50 60 70

B, C and D 0.5 0.6 0.6 0.6 0.6 0.6 0.5 0.5 0.5 0.5 0.5 0.5 0.4

1 1.2 1.2 1.2 1.1 1.1 1.1 1.0 1.0 1.0 0.9 0.9 0.9

1.6 1.9 1.9 1.8 1.8 1.7 1.7 1.7 1.6 1.6 1.5 1.5 1.4

2 2.4 2.4 2.3 2.2 2.2 2.1 2.1 2.0 1.9 1.9 1.8 1.8

3 3.6 3.5 3.5 3.4 3.3 3.2 3.1 3.0 2.9 2.8 2.7 2.6

4 4.8 4.7 4.6 4.5 4.4 4.2 4.1 4.0 3.9 3.8 3.6 3.5

6 7.3 7.1 6.9 6.7 6.5 6.4 6.2 6.0 5.8 5.6 5.5 5.3

8 9.7 9.4 9.2 9.0 8.7 8.5 8.2 8.0 7.8 7.5 7.3 7.0

10 12.1 11.8 11.5 11.2 10.9 10.6 10.3 10.0 9.7 9.4 9.1 8.8

13 15.5 15.5 15.0 14.5 14.0 14.0 13.5 13.0 12.5 12.0 12.0 11.5

16 19.5 19.0 18.5 18.0 17.5 17.0 16.5 16.0 15.5 15.0 14.5 14.0

20 24.0 23.5 23.0 22.5 22.0 21.0 20.5 20.0 19.5 19.0 18.0 17.5

25 30.5 29.5 29.0 28.0 27.5 26.5 26.0 25.0 24.5 23.5 23.0 22.0

32 38.5 38.0 37.0 36.0 35.0 34.0 33.0 32.0 31.0 30.0 29.0 28.0

40 48.5 47.0 46.0 45.0 43.5 42.5 41.0 40.0 39.0 37.5 36.5 35.0

50 60.5 59.0 57.5 56.0 54.5 53.0 51.5 50.0 48.5 47.0 45.5 44.0

63 76.0 74.5 72.5 70.5 68.5 67.0 65.0 63.0 61.0 59.0 57.5 55.5

K and Z 0.2 0.3 0.3 0.2 0.2 0.2 0.2 0.2 0.2 0.2 0.2 0.2 0.2

0.3 0.4 0.4 0.4 0.4 0.3 0.3 0.3 0.3 0.3 0.3 0.3 0.3

0.5 0.6 0.6 0.6 0.6 0.6 0.5 0.5 0.5 0.5 0.5 0.5 0.4

0.75 1.0 1.0 0.9 0.9 0.9 0.8 0.8 0.75 0.7 0.7 0.7 0.7

1 1.2 1.2 1.2 1.1 1.1 1.1 1.0 1.0 1.0 0.9 0.9 0.9

1.6 1.9 1.9 1.8 1.8 1.7 1.7 1.7 1.6 1.6 1.5 1.5 1.4

2 2.4 2.4 2.3 2.2 2.2 2.1 2.1 2.0 1.9 1.9 1.8 1.8

3 3.6 3.5 3.5 3.4 3.3 3.2 3.1 3.0 2.9 2.8 2.7 2.6

4 4.8 4.7 4.6 4.5 4.4 4.2 4.1 4.0 3.9 3.8 3.6 3.5

6 7.3 7.1 6.9 6.7 6.5 6.4 6.2 6.0 5.8 5.6 5.5 5.3

8 9.7 9.4 9.2 9.0 8.7 8.5 8.2 8.0 7.8 7.5 7.3 7.0

10 12.1 11.8 11.5 11.2 10.9 10.6 10.3 10.0 9.7 9.4 9.1 8.8

13 15.5 15.5 15.0 14.5 14.0 14.0 13.5 13.0 12.5 12.0 12.0 11.5

16 19.5 19.0 18.5 18.0 17.5 17.0 16.5 16.0 15.5 15.0 14.5 14.0

20 24.0 23.5 23.0 22.5 22.0 21.0 20.5 20.0 19.5 19.0 18.0 17.5

25 30.5 29.5 29.0 28.0 27.5 26.5 26.0 25.0 24.5 23.5 23.0 22.0

32 38.5 38.0 37.0 36.0 35.0 34.0 33.0 32.0 31.0 30.0 29.0 28.0

40 48.5 47.0 46.0 45.0 43.5 42.5 41.0 40.0 39.0 37.5 36.5 35.0

50 60.5 59.0 57.5 56.0 54.5 53.0 51.5 50.0 48.5 47.0 45.5 44.0

63 76.0 74.5 72.5 70.5 68.5 67.0 65.0 63.0 61.0 59.0 57.5 55.5
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Miniature Circuite Breaker S200 MT
Influence of device and Dimensional drawing

Influence of adjacent devices
If several miniature circuit breakers are installed directly side by side with high load on all poles, a correction 
factor must be applied to the rated current (see table). If distance pieces are used, the factor is not to be 
considered.

S200, DS200, DDA200+S200 Influence of adjacent devices Correction factor Fm
No. of adjacent devices Fm

1 1

2 0.95

3 0.9

4 0.86

5 0.82

6 0.8

7 0.78

8 0.77

9 0.76

> 9 0,76

—
Dimensions (mm)

45

≈757052,535
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1 Pole 2 Poles 3 Poles 4 Poles

45

≈757052,535

85
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Miniature Circuite Breaker S200 MT
Accessories

H Auxiliary contact S2C-H6R
H-R Auxiliary contact S2C-H6-...R
H-L Auxilary contact for S200 MCBs to be mounted on the left S2C-H...L
H-BF Auxiliary contact for MCBs bottom fitting (1 for each device) S2C-H01/S2C-H10
S/H Signal/Auxilary contact S2C-S/H6R
S/H (H) Signal/Auxiliary contact used as auxilary contact S2C-S/H6R
ST Shunt trip for S200 MCB S2C-A...
ST-L Shunt trip to be mounted on the left S2C-A...L
UR Undervoltage release
OR Overvoltage release
MOD-S Motor operating device 

(S200 series MCBs up to 3P or 2P+ST can be coupled with MOD-S)
S2C-CM

S200 MT
Auxiliary elements and accessories

H-BF

S200MT 

H H

H-R H-R

H-L

ST-L

S/H
(H)

S/H

H

H-BF

S200MT 

H-L

ST-L

MOD-S

H-BF

S200MT 

H-L ST MOD-S

H-BF

S200MT 

H-L ST
ST-T

H H

S/H
(H)

S/H

H
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Miniature Circuite Breaker S200 MT
Ordering Data B characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

1

1 9122023 S201MT-B1 2CDS271445R0015 0.125 10
2 9128742 S201MT-B2 2CDS271445R0025 0.125 10
3 9128773 S201MT-B3 2CDS271445R0035 0.125 10
4 9128803 S201MT-B4 2CDS271445R0045 0.125 10
5 9128834 S201MT-B5 2CDS271445R0055 0.125 10
6 9128865 S201MT-B6 2CDS271445R0065 0.125 10
8 9128896 S201MT-B8 2CDS271445R0085 0.125 10
10 9128933 S201MT-B10 2CDS271445R0105 0.125 10
13 9128971 S201MT-B13 2CDS271445R0135 0.125 10
15 9129008 S201MT-B15 2CDS271445R0155 0.125 10
16 9129053 S201MT-B16 2CDS271445R0165 0.125 10
20 9129107 S201MT-B20 2CDS271445R0205 0.125 10
25 9129152 S201MT-B25 2CDS271445R0255 0.125 10
30 9129220 S201MT-B30 2CDS271445R0305 0.125 10
32 9129275 S201MT-B32 2CDS271445R0325 0.125 10
35 9129329 S201MT-B35 2CDS271445R0355 0.125 10
40 9129398 S201MT-B40 2CDS271445R0405 0.125 10
50 9129541 S201MT-B50 2CDS271445R0505 0.125 10
60 9129718 S201MT-B60 2CDS271445R0605 0.125 10
63 9129763 S201MT-B63 2CDS271445R0635 0.125 10

1+N

1 9129831 S201MT-B1NA 2CDS271446R0015 0.250 5
2 9129862 S201MT-B2NA 2CDS271446R0025 0.250 5
3 9129893 S201MT-B3NA 2CDS271446R0035 0.250 5
4 9129923 S201MT-B4NA 2CDS271446R0045 0.250 5
5 9129954 S201MT-B5NA 2CDS271446R0055 0.250 5
6 9129985 S201MT-B6NA 2CDS271446R0065 0.250 5
8 9130011 S201MT-B8NA 2CDS271446R0085 0.250 5
10 9130059 S201MT-B10NA 2CDS271446R0105 0.250 5
13 9130097 S201MT-B13NA 2CDS271446R0135 0.250 5
15 9130127 S201MT-B15NA 2CDS271446R0155 0.250 5
16 9130172 S201MT-B16NA 2CDS271446R0165 0.250 5
20 9130219 S201MT-B20NA 2CDS271446R0205 0.250 5
25 9130264 S201MT-B25NA 2CDS271446R0255 0.250 5
30 9130332 S201MT-B30NA 2CDS271446R0305 0.250 5
32 9130387 S201MT-B32NA 2CDS271446R0325 0.250 5
35 9130431 S201MT-B35NA 2CDS271446R0355 0.250 5
40 9130509 S201MT-B40NA 2CDS271446R0405 0.250 5
50 9130653 S201MT-B50NA 2CDS271446R0505 0.250 5
60 9130820 S201MT-B60NA 2CDS271446R0605 0.250 5
63 9130875 S201MT-B63NA 2CDS271446R0635 0.250 5

2

1 9130943 S202MT-B1 2CDS272445R0015 0.250 5
2 9130974 S202MT-B2 2CDS272445R0025 0.250 5
3 9131001 S202MT-B3 2CDS272445R0035 0.250 5
4 9131032 S202MT-B4 2CDS272445R0045 0.250 5
5 9131063 S202MT-B5 2CDS272445R0055 0.250 5
6 9131094 S202MT-B6 2CDS272445R0065 0.250 5
8 9131124 S202MT-B8 2CDS272445R0085 0.250 5
10 9131162 S202MT-B10 2CDS272445R0105 0.250 5
13 9131209 S202MT-B13 2CDS272445R0135 0.250 5
15 9131230 S202MT-B15 2CDS272445R0155 0.250 5
16 9131285 S202MT-B16 2CDS272445R0165 0.250 5
20 9131339 S202MT-B20 2CDS272445R0205 0.250 5
25 9131384 S202MT-B25 2CDS272445R0255 0.250 5
30 9131452 S202MT-B30 2CDS272445R0305 0.250 5
32 9131506 S202MT-B32 2CDS272445R0325 0.250 5
35 9131551 S202MT-B35 2CDS272445R0355 0.250 5
40 9131629 S202MT-B40 2CDS272445R0405 0.250 5
50 9131773 S202MT-B50 2CDS272445R0505 0.250 5
60 9131940 S202MT-B60 2CDS272445R0605 0.250 5
63 9131995 S202MT-B63 2CDS272445R0635 0.250 5

S201 MT

S201 MT-NA

S202 MT

https://econfigure.de.abb.com/#/search/2CDS271445R0015
https://econfigure.de.abb.com/#/search/2CDS271445R0025
https://econfigure.de.abb.com/#/search/2CDS271445R0035
https://econfigure.de.abb.com/#/search/2CDS271445R0045
https://econfigure.de.abb.com/#/search/2CDS271445R0055
https://econfigure.de.abb.com/#/search/2CDS271445R0065
https://econfigure.de.abb.com/#/search/2CDS271445R0085
https://econfigure.de.abb.com/#/search/2CDS271445R0105
https://econfigure.de.abb.com/#/search/2CDS271445R0135
https://econfigure.de.abb.com/#/search/2CDS271445R0155
https://econfigure.de.abb.com/#/search/2CDS271445R0165
https://econfigure.de.abb.com/#/search/2CDS271445R0205
https://econfigure.de.abb.com/#/search/2CDS271445R0255
https://econfigure.de.abb.com/#/search/2CDS271445R0305
https://econfigure.de.abb.com/#/search/2CDS271445R0325
https://econfigure.de.abb.com/#/search/2CDS271445R0355
https://econfigure.de.abb.com/#/search/2CDS271445R0405
https://econfigure.de.abb.com/#/search/2CDS271445R0505
https://econfigure.de.abb.com/#/search/2CDS271445R0605
https://econfigure.de.abb.com/#/search/2CDS271445R0635
https://econfigure.de.abb.com/#/search/2CDS271446R0015
https://econfigure.de.abb.com/#/search/2CDS271446R0025
https://econfigure.de.abb.com/#/search/2CDS271446R0035
https://econfigure.de.abb.com/#/search/2CDS271446R0045
https://econfigure.de.abb.com/#/search/2CDS271446R0055
https://econfigure.de.abb.com/#/search/2CDS271446R0065
https://econfigure.de.abb.com/#/search/2CDS271446R0085
https://econfigure.de.abb.com/#/search/2CDS271446R0105
https://econfigure.de.abb.com/#/search/2CDS271446R0135
https://econfigure.de.abb.com/#/search/2CDS271446R0155
https://econfigure.de.abb.com/#/search/2CDS271446R0165
https://econfigure.de.abb.com/#/search/2CDS271446R0205
https://econfigure.de.abb.com/#/search/2CDS271446R0255
https://econfigure.de.abb.com/#/search/2CDS271446R0305
https://econfigure.de.abb.com/#/search/2CDS271446R0325
https://econfigure.de.abb.com/#/search/2CDS271446R0355
https://econfigure.de.abb.com/#/search/2CDS271446R0405
https://econfigure.de.abb.com/#/search/2CDS271446R0505
https://econfigure.de.abb.com/#/search/2CDS271446R0605
https://econfigure.de.abb.com/#/search/2CDS271446R0635
https://econfigure.de.abb.com/#/search/2CDS272445R0015
https://econfigure.de.abb.com/#/search/2CDS272445R0025
https://econfigure.de.abb.com/#/search/2CDS272445R0035
https://econfigure.de.abb.com/#/search/2CDS272445R0045
https://econfigure.de.abb.com/#/search/2CDS272445R0055
https://econfigure.de.abb.com/#/search/2CDS272445R0065
https://econfigure.de.abb.com/#/search/2CDS272445R0085
https://econfigure.de.abb.com/#/search/2CDS272445R0105
https://econfigure.de.abb.com/#/search/2CDS272445R0135
https://econfigure.de.abb.com/#/search/2CDS272445R0155
https://econfigure.de.abb.com/#/search/2CDS272445R0165
https://econfigure.de.abb.com/#/search/2CDS272445R0205
https://econfigure.de.abb.com/#/search/2CDS272445R0255
https://econfigure.de.abb.com/#/search/2CDS272445R0305
https://econfigure.de.abb.com/#/search/2CDS272445R0325
https://econfigure.de.abb.com/#/search/2CDS272445R0355
https://econfigure.de.abb.com/#/search/2CDS272445R0405
https://econfigure.de.abb.com/#/search/2CDS272445R0505
https://econfigure.de.abb.com/#/search/2CDS272445R0605
https://econfigure.de.abb.com/#/search/2CDS272445R0635


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data B characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

3

1 9132060 S203MT-B1 2CDS273445R0015 0.375 1
2 9132091 S203MT-B2 2CDS273445R0025 0.375 1
3 9132121 S203MT-B3 2CDS273445R0035 0.375 1
4 9132152 S203MT-B4 2CDS273445R0045 0.375 1
5 9132183 S203MT-B5 2CDS273445R0055 0.375 1
6 9132213 S203MT-B6 2CDS273445R0065 0.375 1
8 9132244 S203MT-B8 2CDS273445R0085 0.375 1
10 9132282 S203MT-B10 2CDS273445R0105 0.375 1
13 9132329 S203MT-B13 2CDS273445R0135 0.375 1
15 9132350 S203MT-B15 2CDS273445R0155 0.375 1
16 9132404 S203MT-B16 2CDS273445R0165 0.375 1
20 9132442 S203MT-B20 2CDS273445R0205 0.375 1
25 9132497 S203MT-B25 2CDS273445R0255 0.375 1
30 9132565 S203MT-B30 2CDS273445R0305 0.375 1
32 9132619 S203MT-B32 2CDS273445R0325 0.375 1
35 9132664 S203MT-B35 2CDS273445R0355 0.375 1
40 9132732 S203MT-B40 2CDS273445R0405 0.375 1
50 9132886 S203MT-B50 2CDS273445R0505 0.375 1
60 9133050 S203MT-B60 2CDS273445R0605 0.375 1
63 9133104 S203MT-B63 2CDS273445R0635 0.375 1

3+N

1 9133173 S203MT-B1NA 2CDS273446R0015 0.500 1
2 9133203 S203MT-B2NA 2CDS273446R0025 0.500 1
3 9133234 S203MT-B3NA 2CDS273446R0035 0.500 1
4 9133265 S203MT-B4NA 2CDS273446R0045 0.500 1
5 9133296 S203MT-B5NA 2CDS273446R0055 0.500 1
6 9133326 S203MT-B6NA 2CDS273446R0065 0.500 1
8 9133357 S203MT-B8NA 2CDS273446R0085 0.500 1
10 9133395 S203MT-B10NA 2CDS273446R0105 0.500 1
13 9133432 S203MT-B13NA 2CDS273446R0135 0.500 1
15 9133463 S203MT-B15NA 2CDS273446R0155 0.500 1
16 9133517 S203MT-B16NA 2CDS273446R0165 0.500 1
20 9133555 S203MT-B20NA 2CDS273446R0205 0.500 1
25 9133609 S203MT-B25NA 2CDS273446R0255 0.500 1
30 9133678 S203MT-B30NA 2CDS273446R0305 0.500 1
32 9133722 S203MT-B32NA 2CDS273446R0325 0.500 1
35 9133777 S203MT-B35NA 2CDS273446R0355 0.500 1
40 9133845 S203MT-B40NA 2CDS273446R0405 0.500 1
50 9133999 S203MT-B50NA 2CDS273446R0505 0.500 1
60 9134163 S203MT-B60NA 2CDS273446R0605 0.500 1
63 9134217 S203MT-B63NA 2CDS273446R0635 0.500 1

4

1 9134286 S204MT-B1 2CDS274445R0015 0.500 1
2 9134316 S204MT-B2 2CDS274445R0025 0.500 1
3 9134347 S204MT-B3 2CDS274445R0035 0.500 1
4 9134378 S204MT-B4 2CDS274445R0045 0.500 1
5 9134408 S204MT-B5 2CDS274445R0055 0.500 1
6 9134439 S204MT-B6 2CDS274445R0065 0.500 1
8 9134460 S204MT-B8 2CDS274445R0085 0.500 1
10 9134507 S204MT-B10 2CDS274445R0105 0.500 1
13 9134545 S204MT-B13 2CDS274445R0135 0.500 1
15 9134576 S204MT-B15 2CDS274445R0155 0.500 1
16 9134620 S204MT-B16 2CDS274445R0165 0.500 1
20 9134668 S204MT-B20 2CDS274445R0205 0.500 1
25 9134712 S204MT-B25 2CDS274445R0255 0.500 1
30 9134781 S204MT-B30 2CDS274445R0305 0.500 1
32 9134835 S204MT-B32 2CDS274445R0325 0.500 1
35 9134880 S204MT-B35 2CDS274445R0355 0.500 1
40 9134958 S204MT-B40 2CDS274445R0405 0.500 1
50 9135108 S204MT-B50 2CDS274445R0505 0.500 1
60 9135276 S204MT-B60 2CDS274445R0605 0.500 1
63 9135320 S204MT-B63 2CDS274445R0635 0.500 1

S203 MT

S203 MT-NA

S204 MT

https://econfigure.de.abb.com/#/search/2CDS273445R0015
https://econfigure.de.abb.com/#/search/2CDS273445R0025
https://econfigure.de.abb.com/#/search/2CDS273445R0035
https://econfigure.de.abb.com/#/search/2CDS273445R0045
https://econfigure.de.abb.com/#/search/2CDS273445R0055
https://econfigure.de.abb.com/#/search/2CDS273445R0065
https://econfigure.de.abb.com/#/search/2CDS273445R0085
https://econfigure.de.abb.com/#/search/2CDS273445R0105
https://econfigure.de.abb.com/#/search/2CDS273445R0135
https://econfigure.de.abb.com/#/search/2CDS273445R0155
https://econfigure.de.abb.com/#/search/2CDS273445R0165
https://econfigure.de.abb.com/#/search/2CDS273445R0205
https://econfigure.de.abb.com/#/search/2CDS273445R0255
https://econfigure.de.abb.com/#/search/2CDS273445R0305
https://econfigure.de.abb.com/#/search/2CDS273445R0325
https://econfigure.de.abb.com/#/search/2CDS273445R0355
https://econfigure.de.abb.com/#/search/2CDS273445R0405
https://econfigure.de.abb.com/#/search/2CDS273445R0505
https://econfigure.de.abb.com/#/search/2CDS273445R0605
https://econfigure.de.abb.com/#/search/2CDS273445R0635
https://econfigure.de.abb.com/#/search/2CDS273446R0015
https://econfigure.de.abb.com/#/search/2CDS273446R0025
https://econfigure.de.abb.com/#/search/2CDS273446R0035
https://econfigure.de.abb.com/#/search/2CDS273446R0045
https://econfigure.de.abb.com/#/search/2CDS273446R0055
https://econfigure.de.abb.com/#/search/2CDS273446R0065
https://econfigure.de.abb.com/#/search/2CDS273446R0085
https://econfigure.de.abb.com/#/search/2CDS273446R0105
https://econfigure.de.abb.com/#/search/2CDS273446R0135
https://econfigure.de.abb.com/#/search/2CDS273446R0155
https://econfigure.de.abb.com/#/search/2CDS273446R0165
https://econfigure.de.abb.com/#/search/2CDS273446R0205
https://econfigure.de.abb.com/#/search/2CDS273446R0255
https://econfigure.de.abb.com/#/search/2CDS273446R0305
https://econfigure.de.abb.com/#/search/2CDS273446R0325
https://econfigure.de.abb.com/#/search/2CDS273446R0355
https://econfigure.de.abb.com/#/search/2CDS273446R0405
https://econfigure.de.abb.com/#/search/2CDS273446R0505
https://econfigure.de.abb.com/#/search/2CDS273446R0605
https://econfigure.de.abb.com/#/search/2CDS273446R0635
https://econfigure.de.abb.com/#/search/2CDS274445R0015
https://econfigure.de.abb.com/#/search/2CDS274445R0025
https://econfigure.de.abb.com/#/search/2CDS274445R0035
https://econfigure.de.abb.com/#/search/2CDS274445R0045
https://econfigure.de.abb.com/#/search/2CDS274445R0055
https://econfigure.de.abb.com/#/search/2CDS274445R0065
https://econfigure.de.abb.com/#/search/2CDS274445R0085
https://econfigure.de.abb.com/#/search/2CDS274445R0105
https://econfigure.de.abb.com/#/search/2CDS274445R0135
https://econfigure.de.abb.com/#/search/2CDS274445R0155
https://econfigure.de.abb.com/#/search/2CDS274445R0165
https://econfigure.de.abb.com/#/search/2CDS274445R0205
https://econfigure.de.abb.com/#/search/2CDS274445R0255
https://econfigure.de.abb.com/#/search/2CDS274445R0305
https://econfigure.de.abb.com/#/search/2CDS274445R0325
https://econfigure.de.abb.com/#/search/2CDS274445R0355
https://econfigure.de.abb.com/#/search/2CDS274445R0405
https://econfigure.de.abb.com/#/search/2CDS274445R0505
https://econfigure.de.abb.com/#/search/2CDS274445R0605
https://econfigure.de.abb.com/#/search/2CDS274445R0635


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data C characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

1

0.5 9129800 S201MT-C0.5 2CDS271445R0984 0.125 10
1 9128711 S201MT-C1 2CDS271445R0014 0.125 10
1.6 9129787 S201MT-C1.6 2CDS271445R0974 0.125 10
2 9128735 S201MT-C2 2CDS271445R0024 0.125 10
3 9128766 S201MT-C3 2CDS271445R0034 0.125 10
4 9128797 S201MT-C4 2CDS271445R0044 0.125 10
5 9128827 S201MT-C5 2CDS271445R0054 0.125 10
6 9128858 S201MT-C6 2CDS271445R0064 0.125 10
8 9128889 S201MT-C8 2CDS271445R0084 0.125 10
10 9128926 S201MT-C10 2CDS271445R0104 0.125 10
13 9128964 S201MT-C13 2CDS271445R0134 0.125 10
15 9128995 S201MT-C15 2CDS271445R0154 0.125 10
16 9129046 S201MT-C16 2CDS271445R0164 0.125 10
20 9129091 S201MT-C20 2CDS271445R0204 0.125 10
25 9129145 S201MT-C25 2CDS271445R0254 0.125 10
30 9129213 S201MT-C30 2CDS271445R0304 0.125 10
32 9129268 S201MT-C32 2CDS271445R0324 0.125 10
35 9129312 S201MT-C35 2CDS271445R0354 0.125 10
40 9129381 S201MT-C40 2CDS271445R0404 0.125 10
50 9129534 S201MT-C50 2CDS271445R0504 0.125 10
60 9129701 S201MT-C60 2CDS271445R0604 0.125 10
63 9129756 S201MT-C63 2CDS271445R0634 0.125 10

1+N

0.5 9130912 S201MT-C0.5NA 2CDS271446R0984 0.250 5
1 9129824 S201MT-C1NA 2CDS271446R0014 0.250 5
1.6 9130899 S201MT-C1.6NA 2CDS271446R0974 0.250 5
2 9129855 S201MT-C2NA 2CDS271446R0024 0.250 5
3 9129886 S201MT-C3NA 2CDS271446R0034 0.250 5
4 9129916 S201MT-C4NA 2CDS271446R0044 0.250 5
5 9129947 S201MT-C5NA 2CDS271446R0054 0.250 5
6 9129978 S201MT-C6NA 2CDS271446R0064 0.250 5
8 9130004 S201MT-C8NA 2CDS271446R0084 0.250 5
10 9130042 S201MT-C10NA 2CDS271446R0104 0.250 5
13 9130080 S201MT-C13NA 2CDS271446R0134 0.250 5
15 9130110 S201MT-C15NA 2CDS271446R0154 0.250 5
16 9130165 S201MT-C16NA 2CDS271446R0164 0.250 5
20 9130202 S201MT-C20NA 2CDS271446R0204 0.250 5
25 9130257 S201MT-C25NA 2CDS271446R0254 0.250 5
30 9130325 S201MT-C30NA 2CDS271446R0304 0.250 5
32 9130370 S201MT-C32NA 2CDS271446R0324 0.250 5
35 9130424 S201MT-C35NA 2CDS271446R0354 0.250 5
40 9130493 S201MT-C40NA 2CDS271446R0404 0.250 5
50 9130646 S201MT-C50NA 2CDS271446R0504 0.250 5
60 9130813 S201MT-C60NA 2CDS271446R0604 0.250 5
63 9130868 S201MT-C63NA 2CDS271446R0634 0.250 5

2

0.5 9132039 S202MT-C0.5 2CDS272445R0984 0.250 5
1 9130936 S202MT-C1 2CDS272445R0014 0.250 5
1.6 9132015 S202MT-C1.6 2CDS272445R0974 0.250 5
2 9130967 S202MT-C2 2CDS272445R0024 0.250 5
3 9130998 S202MT-C3 2CDS272445R0034 0.250 5
4 9131025 S202MT-C4 2CDS272445R0044 0.250 5
5 9131056 S202MT-C5 2CDS272445R0054 0.250 5
6 9131087 S202MT-C6 2CDS272445R0064 0.250 5
8 9131117 S202MT-C8 2CDS272445R0084 0.250 5
10 9131155 S202MT-C10 2CDS272445R0104 0.250 5
13 9131193 S202MT-C13 2CDS272445R0134 0.250 5
15 9131223 S202MT-C15 2CDS272445R0154 0.250 5
16 9131278 S202MT-C16 2CDS272445R0164 0.250 5
20 9131322 S202MT-C20 2CDS272445R0204 0.250 5
25 9131377 S202MT-C25 2CDS272445R0254 0.250 5
30 9131445 S202MT-C30 2CDS272445R0304 0.250 5
32 9131490 S202MT-C32 2CDS272445R0324 0.250 5
35 9131544 S202MT-C35 2CDS272445R0354 0.250 5
40 9131612 S202MT-C40 2CDS272445R0404 0.250 5
50 9131766 S202MT-C50 2CDS272445R0504 0.250 5
60 9131933 S202MT-C60 2CDS272445R0604 0.250 5
63 9131988 S202MT-C63 2CDS272445R0634 0.250 5

S201 MT

S201 MT-NA

S202 MT

https://econfigure.de.abb.com/#/search/2CDS271445R0984
https://econfigure.de.abb.com/#/search/2CDS271445R0014
https://econfigure.de.abb.com/#/search/2CDS271445R0974
https://econfigure.de.abb.com/#/search/2CDS271445R0024
https://econfigure.de.abb.com/#/search/2CDS271445R0034
https://econfigure.de.abb.com/#/search/2CDS271445R0044
https://econfigure.de.abb.com/#/search/2CDS271445R0054
https://econfigure.de.abb.com/#/search/2CDS271445R0064
https://econfigure.de.abb.com/#/search/2CDS271445R0084
https://econfigure.de.abb.com/#/search/2CDS271445R0104
https://econfigure.de.abb.com/#/search/2CDS271445R0134
https://econfigure.de.abb.com/#/search/2CDS271445R0154
https://econfigure.de.abb.com/#/search/2CDS271445R0164
https://econfigure.de.abb.com/#/search/2CDS271445R0204
https://econfigure.de.abb.com/#/search/2CDS271445R0254
https://econfigure.de.abb.com/#/search/2CDS271445R0304
https://econfigure.de.abb.com/#/search/2CDS271445R0324
https://econfigure.de.abb.com/#/search/2CDS271445R0354
https://econfigure.de.abb.com/#/search/2CDS271445R0404
https://econfigure.de.abb.com/#/search/2CDS271445R0504
https://econfigure.de.abb.com/#/search/2CDS271445R0604
https://econfigure.de.abb.com/#/search/2CDS271445R0634
https://econfigure.de.abb.com/#/search/2CDS271446R0984
https://econfigure.de.abb.com/#/search/2CDS271446R0014
https://econfigure.de.abb.com/#/search/2CDS271446R0974
https://econfigure.de.abb.com/#/search/2CDS271446R0024
https://econfigure.de.abb.com/#/search/2CDS271446R0034
https://econfigure.de.abb.com/#/search/2CDS271446R0044
https://econfigure.de.abb.com/#/search/2CDS271446R0054
https://econfigure.de.abb.com/#/search/2CDS271446R0064
https://econfigure.de.abb.com/#/search/2CDS271446R0084
https://econfigure.de.abb.com/#/search/2CDS271446R0104
https://econfigure.de.abb.com/#/search/2CDS271446R0134
https://econfigure.de.abb.com/#/search/2CDS271446R0154
https://econfigure.de.abb.com/#/search/2CDS271446R0164
https://econfigure.de.abb.com/#/search/2CDS271446R0204
https://econfigure.de.abb.com/#/search/2CDS271446R0254
https://econfigure.de.abb.com/#/search/2CDS271446R0304
https://econfigure.de.abb.com/#/search/2CDS271446R0324
https://econfigure.de.abb.com/#/search/2CDS271446R0354
https://econfigure.de.abb.com/#/search/2CDS271446R0404
https://econfigure.de.abb.com/#/search/2CDS271446R0504
https://econfigure.de.abb.com/#/search/2CDS271446R0604
https://econfigure.de.abb.com/#/search/2CDS271446R0634
https://econfigure.de.abb.com/#/search/2CDS272445R0984
https://econfigure.de.abb.com/#/search/2CDS272445R0014
https://econfigure.de.abb.com/#/search/2CDS272445R0974
https://econfigure.de.abb.com/#/search/2CDS272445R0024
https://econfigure.de.abb.com/#/search/2CDS272445R0034
https://econfigure.de.abb.com/#/search/2CDS272445R0044
https://econfigure.de.abb.com/#/search/2CDS272445R0054
https://econfigure.de.abb.com/#/search/2CDS272445R0064
https://econfigure.de.abb.com/#/search/2CDS272445R0084
https://econfigure.de.abb.com/#/search/2CDS272445R0104
https://econfigure.de.abb.com/#/search/2CDS272445R0134
https://econfigure.de.abb.com/#/search/2CDS272445R0154
https://econfigure.de.abb.com/#/search/2CDS272445R0164
https://econfigure.de.abb.com/#/search/2CDS272445R0204
https://econfigure.de.abb.com/#/search/2CDS272445R0254
https://econfigure.de.abb.com/#/search/2CDS272445R0304
https://econfigure.de.abb.com/#/search/2CDS272445R0324
https://econfigure.de.abb.com/#/search/2CDS272445R0354
https://econfigure.de.abb.com/#/search/2CDS272445R0404
https://econfigure.de.abb.com/#/search/2CDS272445R0504
https://econfigure.de.abb.com/#/search/2CDS272445R0604
https://econfigure.de.abb.com/#/search/2CDS272445R0634


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data C characteristic

S203 MT

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

3

0.5 9133142 S203MT-C0.5 2CDS273445R0984 0.375 1
1 9132053 S203MT-C1 2CDS273445R0014 0.375 1
1.6 9133128 S203MT-C1.6 2CDS273445R0974 0.375 1
2 9132084 S203MT-C2 2CDS273445R0024 0.375 1
3 9132114 S203MT-C3 2CDS273445R0034 0.375 1
4 9132145 S203MT-C4 2CDS273445R0044 0.375 1
5 9132176 S203MT-C5 2CDS273445R0054 0.375 1
6 9132206 S203MT-C6 2CDS273445R0064 0.375 1
8 9132237 S203MT-C8 2CDS273445R0084 0.375 1
10 9132275 S203MT-C10 2CDS273445R0104 0.375 1
13 9132312 S203MT-C13 2CDS273445R0134 0.375 1
15 9132343 S203MT-C15 2CDS273445R0154 0.375 1
16 9132398 S203MT-C16 2CDS273445R0164 0.375 1
20 9132435 S203MT-C20 2CDS273445R0204 0.375 1
25 9132480 S203MT-C25 2CDS273445R0254 0.375 1
30 9132558 S203MT-C30 2CDS273445R0304 0.375 1
32 9132602 S203MT-C32 2CDS273445R0324 0.375 1
35 9132657 S203MT-C35 2CDS273445R0354 0.375 1
40 9132725 S203MT-C40 2CDS273445R0404 0.375 1
50 9132879 S203MT-C50 2CDS273445R0504 0.375 1
60 9133043 S203MT-C60 2CDS273445R0604 0.375 1
63 9133098 S203MT-C63 2CDS273445R0634 0.375 1

3+N

0.5 9134255 S203MT-C0.5NA 2CDS273446R0984 0.500 1
1 9133166 S203MT-C1NA 2CDS273446R0014 0.500 1
1.6 9134231 S203MT-C1.6NA 2CDS273446R0974 0.500 1
2 9133197 S203MT-C2NA 2CDS273446R0024 0.500 1
3 9133227 S203MT-C3NA 2CDS273446R0034 0.500 1
4 9133258 S203MT-C4NA 2CDS273446R0044 0.500 1
5 9133289 S203MT-C5NA 2CDS273446R0054 0.500 1
6 9133319 S203MT-C6NA 2CDS273446R0064 0.500 1
8 9133340 S203MT-C8NA 2CDS273446R0084 0.500 1
10 9133388 S203MT-C10NA 2CDS273446R0104 0.500 1
13 9133425 S203MT-C13NA 2CDS273446R0134 0.500 1
15 9133456 S203MT-C15NA 2CDS273446R0154 0.500 1
16 9133500 S203MT-C16NA 2CDS273446R0164 0.500 1
20 9133548 S203MT-C20NA 2CDS273446R0204 0.500 1
25 9133593 S203MT-C25NA 2CDS273446R0254 0.500 1
30 9133661 S203MT-C30NA 2CDS273446R0304 0.500 1
32 9133715 S203MT-C32NA 2CDS273446R0324 0.500 1
35 9133760 S203MT-C35NA 2CDS273446R0354 0.500 1
40 9133838 S203MT-C40NA 2CDS273446R0404 0.500 1
50 9133982 S203MT-C50NA 2CDS273446R0504 0.500 1
60 9134156 S203MT-C60NA 2CDS273446R0604 0.500 1
63 9134200 S203MT-C63NA 2CDS273446R0634 0.500 1

4

0.5 9135368 S204MT-C0.5 2CDS274445R0984 0.500 1
1 9134279 S204MT-C1 2CDS274445R0014 0.500 1
1.6 9135344 S204MT-C1.6 2CDS274445R0974 0.500 1
2 9134309 S204MT-C2 2CDS274445R0024 0.500 1
3 9134330 S204MT-C3 2CDS274445R0034 0.500 1
4 9134361 S204MT-C4 2CDS274445R0044 0.500 1
5 9134392 S204MT-C5 2CDS274445R0054 0.500 1
6 9134422 S204MT-C6 2CDS274445R0064 0.500 1
8 9134453 S204MT-C8 2CDS274445R0084 0.500 1
10 9134491 S204MT-C10 2CDS274445R0104 0.500 1
13 9134538 S204MT-C13 2CDS274445R0134 0.500 1
15 9134569 S204MT-C15 2CDS274445R0154 0.500 1
16 9134613 S204MT-C16 2CDS274445R0164 0.500 1
20 9134651 S204MT-C20 2CDS274445R0204 0.500 1
25 9134705 S204MT-C25 2CDS274445R0254 0.500 1
30 9134774 S204MT-C30 2CDS274445R0304 0.500 1
32 9134828 S204MT-C32 2CDS274445R0324 0.500 1
35 9134873 S204MT-C35 2CDS274445R0354 0.500 1
40 9134941 S204MT-C40 2CDS274445R0404 0.500 1
50 9135092 S204MT-C50 2CDS274445R0504 0.500 1
60 9135269 S204MT-C60 2CDS274445R0604 0.500 1
63 9135313 S204MT-C63 2CDS274445R0634 0.500 1

S203 MT-NA

S204 MT

https://econfigure.de.abb.com/#/search/2CDS273445R0984
https://econfigure.de.abb.com/#/search/2CDS273445R0014
https://econfigure.de.abb.com/#/search/2CDS273445R0974
https://econfigure.de.abb.com/#/search/2CDS273445R0024
https://econfigure.de.abb.com/#/search/2CDS273445R0034
https://econfigure.de.abb.com/#/search/2CDS273445R0044
https://econfigure.de.abb.com/#/search/2CDS273445R0054
https://econfigure.de.abb.com/#/search/2CDS273445R0064
https://econfigure.de.abb.com/#/search/2CDS273445R0084
https://econfigure.de.abb.com/#/search/2CDS273445R0104
https://econfigure.de.abb.com/#/search/2CDS273445R0134
https://econfigure.de.abb.com/#/search/2CDS273445R0154
https://econfigure.de.abb.com/#/search/2CDS273445R0164
https://econfigure.de.abb.com/#/search/2CDS273445R0204
https://econfigure.de.abb.com/#/search/2CDS273445R0254
https://econfigure.de.abb.com/#/search/2CDS273445R0304
https://econfigure.de.abb.com/#/search/2CDS273445R0324
https://econfigure.de.abb.com/#/search/2CDS273445R0354
https://econfigure.de.abb.com/#/search/2CDS273445R0404
https://econfigure.de.abb.com/#/search/2CDS273445R0504
https://econfigure.de.abb.com/#/search/2CDS273445R0604
https://econfigure.de.abb.com/#/search/2CDS273445R0634
https://econfigure.de.abb.com/#/search/2CDS273446R0984
https://econfigure.de.abb.com/#/search/2CDS273446R0014
https://econfigure.de.abb.com/#/search/2CDS273446R0974
https://econfigure.de.abb.com/#/search/2CDS273446R0024
https://econfigure.de.abb.com/#/search/2CDS273446R0034
https://econfigure.de.abb.com/#/search/2CDS273446R0044
https://econfigure.de.abb.com/#/search/2CDS273446R0054
https://econfigure.de.abb.com/#/search/2CDS273446R0064
https://econfigure.de.abb.com/#/search/2CDS273446R0084
https://econfigure.de.abb.com/#/search/2CDS273446R0104
https://econfigure.de.abb.com/#/search/2CDS273446R0134
https://econfigure.de.abb.com/#/search/2CDS273446R0154
https://econfigure.de.abb.com/#/search/2CDS273446R0164
https://econfigure.de.abb.com/#/search/2CDS273446R0204
https://econfigure.de.abb.com/#/search/2CDS273446R0254
https://econfigure.de.abb.com/#/search/2CDS273446R0304
https://econfigure.de.abb.com/#/search/2CDS273446R0324
https://econfigure.de.abb.com/#/search/2CDS273446R0354
https://econfigure.de.abb.com/#/search/2CDS273446R0404
https://econfigure.de.abb.com/#/search/2CDS273446R0504
https://econfigure.de.abb.com/#/search/2CDS273446R0604
https://econfigure.de.abb.com/#/search/2CDS273446R0634
https://econfigure.de.abb.com/#/search/2CDS274445R0984
https://econfigure.de.abb.com/#/search/2CDS274445R0014
https://econfigure.de.abb.com/#/search/2CDS274445R0974
https://econfigure.de.abb.com/#/search/2CDS274445R0024
https://econfigure.de.abb.com/#/search/2CDS274445R0034
https://econfigure.de.abb.com/#/search/2CDS274445R0044
https://econfigure.de.abb.com/#/search/2CDS274445R0054
https://econfigure.de.abb.com/#/search/2CDS274445R0064
https://econfigure.de.abb.com/#/search/2CDS274445R0084
https://econfigure.de.abb.com/#/search/2CDS274445R0104
https://econfigure.de.abb.com/#/search/2CDS274445R0134
https://econfigure.de.abb.com/#/search/2CDS274445R0154
https://econfigure.de.abb.com/#/search/2CDS274445R0164
https://econfigure.de.abb.com/#/search/2CDS274445R0204
https://econfigure.de.abb.com/#/search/2CDS274445R0254
https://econfigure.de.abb.com/#/search/2CDS274445R0304
https://econfigure.de.abb.com/#/search/2CDS274445R0324
https://econfigure.de.abb.com/#/search/2CDS274445R0354
https://econfigure.de.abb.com/#/search/2CDS274445R0404
https://econfigure.de.abb.com/#/search/2CDS274445R0504
https://econfigure.de.abb.com/#/search/2CDS274445R0604
https://econfigure.de.abb.com/#/search/2CDS274445R0634


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data D characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

1

0.5 9129794 S201MT-D0.5 2CDS271445R0981 0.125 10
1 9128704 S201MT-D1 2CDS271445R0011 0.125 10
1.6 9129770 S201MT-D1.6 2CDS271445R0971 0.125 10
2 9128728 S201MT-D2 2CDS271445R0021 0.125 10
3 9128759 S201MT-D3 2CDS271445R0031 0.125 10
4 9128780 S201MT-D4 2CDS271445R0041 0.125 10
5 9128810 S201MT-D5 2CDS271445R0051 0.125 10
6 9128841 S201MT-D6 2CDS271445R0061 0.125 10
8 9128872 S201MT-D8 2CDS271445R0081 0.125 10
10 9128919 S201MT-D10 2CDS271445R0101 0.125 10
13 9128957 S201MT-D13 2CDS271445R0131 0.125 10
15 9128988 S201MT-D15 2CDS271445R0151 0.125 10
16 9129039 S201MT-D16 2CDS271445R0161 0.125 10
20 9129084 S201MT-D20 2CDS271445R0201 0.125 10
25 9129138 S201MT-D25 2CDS271445R0251 0.125 10
30 9129206 S201MT-D30 2CDS271445R0301 0.125 10
32 9129251 S201MT-D32 2CDS271445R0321 0.125 10
35 9129305 S201MT-D35 2CDS271445R0351 0.125 10
40 9129374 S201MT-D40 2CDS271445R0401 0.125 10
50 9129527 S201MT-D50 2CDS271445R0501 0.125 10
60 9129695 S201MT-D60 2CDS271445R0601 0.125 10
63 9129749 S201MT-D63 2CDS271445R0631 0.125 10

1+N

0.5 9130905 S201MT-D0.5NA 2CDS271446R0981 0.250 5
1 9129817 S201MT-D1NA 2CDS271446R0011 0.250 5
1.6 9130882 S201MT-D1.6NA 2CDS271446R0971 0.250 5
2 9129848 S201MT-D2NA 2CDS271446R0021 0.250 5
3 9129879 S201MT-D3NA 2CDS271446R0031 0.250 5
4 9129909 S201MT-D4NA 2CDS271446R0041 0.250 5
5 9129930 S201MT-D5NA 2CDS271446R0051 0.250 5
6 9129961 S201MT-D6NA 2CDS271446R0061 0.250 5
8 9129992 S201MT-D8NA 2CDS271446R0081 0.250 5
10 9130035 S201MT-D10NA 2CDS271446R0101 0.250 5
13 9130073 S201MT-D13NA 2CDS271446R0131 0.250 5
15 9130103 S201MT-D15NA 2CDS271446R0151 0.250 5
16 9130158 S201MT-D16NA 2CDS271446R0161 0.250 5
20 9130196 S201MT-D20NA 2CDS271446R0201 0.250 5
25 9130240 S201MT-D25NA 2CDS271446R0251 0.250 5
30 9130318 S201MT-D30NA 2CDS271446R0301 0.250 5
32 9130363 S201MT-D32NA 2CDS271446R0321 0.250 5
35 9130417 S201MT-D35NA 2CDS271446R0351 0.250 5
40 9130486 S201MT-D40NA 2CDS271446R0401 0.250 5
50 9130639 S201MT-D50NA 2CDS271446R0501 0.250 5
60 9130806 S201MT-D60NA 2CDS271446R0601 0.250 5
63 9130851 S201MT-D63NA 2CDS271446R0631 0.250 5

2

0.5 9132022 S202MT-D0.5 2CDS272445R0981 0.250 5
1 9130929 S202MT-D1 2CDS272445R0011 0.250 5
1.6 9132008 S202MT-D1.6 2CDS272445R0971 0.250 5
2 9130950 S202MT-D2 2CDS272445R0021 0.250 5
3 9130981 S202MT-D3 2CDS272445R0031 0.250 5
4 9131018 S202MT-D4 2CDS272445R0041 0.250 5
5 9131049 S202MT-D5 2CDS272445R0051 0.250 5
6 9131070 S202MT-D6 2CDS272445R0061 0.250 5
8 9131100 S202MT-D8 2CDS272445R0081 0.250 5
10 9131148 S202MT-D10 2CDS272445R0101 0.250 5
13 9131186 S202MT-D13 2CDS272445R0131 0.250 5
15 9131216 S202MT-D15 2CDS272445R0151 0.250 5
16 9131261 S202MT-D16 2CDS272445R0161 0.250 5
20 9131315 S202MT-D20 2CDS272445R0201 0.250 5
25 9131360 S202MT-D25 2CDS272445R0251 0.250 5
30 9131438 S202MT-D30 2CDS272445R0301 0.250 5
32 9131483 S202MT-D32 2CDS272445R0321 0.250 5
35 9131537 S202MT-D35 2CDS272445R0351 0.250 5
40 9131605 S202MT-D40 2CDS272445R0401 0.250 5
50 9131759 S202MT-D50 2CDS272445R0501 0.250 5
60 9131926 S202MT-D60 2CDS272445R0601 0.250 5
63 9131971 S202MT-D63 2CDS272445R0631 0.250 5

S201 MT

S201 MT-NA

S202 MT

https://econfigure.de.abb.com/#/search/2CDS271445R0981
https://econfigure.de.abb.com/#/search/2CDS271445R0011
https://econfigure.de.abb.com/#/search/2CDS271445R0971
https://econfigure.de.abb.com/#/search/2CDS271445R0021
https://econfigure.de.abb.com/#/search/2CDS271445R0031
https://econfigure.de.abb.com/#/search/2CDS271445R0041
https://econfigure.de.abb.com/#/search/2CDS271445R0051
https://econfigure.de.abb.com/#/search/2CDS271445R0061
https://econfigure.de.abb.com/#/search/2CDS271445R0081
https://econfigure.de.abb.com/#/search/2CDS271445R0101
https://econfigure.de.abb.com/#/search/2CDS271445R0131
https://econfigure.de.abb.com/#/search/2CDS271445R0151
https://econfigure.de.abb.com/#/search/2CDS271445R0161
https://econfigure.de.abb.com/#/search/2CDS271445R0201
https://econfigure.de.abb.com/#/search/2CDS271445R0251
https://econfigure.de.abb.com/#/search/2CDS271445R0301
https://econfigure.de.abb.com/#/search/2CDS271445R0321
https://econfigure.de.abb.com/#/search/2CDS271445R0351
https://econfigure.de.abb.com/#/search/2CDS271445R0401
https://econfigure.de.abb.com/#/search/2CDS271445R0501
https://econfigure.de.abb.com/#/search/2CDS271445R0601
https://econfigure.de.abb.com/#/search/2CDS271445R0631
https://econfigure.de.abb.com/#/search/2CDS271446R0981
https://econfigure.de.abb.com/#/search/2CDS271446R0011
https://econfigure.de.abb.com/#/search/2CDS271446R0971
https://econfigure.de.abb.com/#/search/2CDS271446R0021
https://econfigure.de.abb.com/#/search/2CDS271446R0031
https://econfigure.de.abb.com/#/search/2CDS271446R0041
https://econfigure.de.abb.com/#/search/2CDS271446R0051
https://econfigure.de.abb.com/#/search/2CDS271446R0061
https://econfigure.de.abb.com/#/search/2CDS271446R0081
https://econfigure.de.abb.com/#/search/2CDS271446R0101
https://econfigure.de.abb.com/#/search/2CDS271446R0131
https://econfigure.de.abb.com/#/search/2CDS271446R0151
https://econfigure.de.abb.com/#/search/2CDS271446R0161
https://econfigure.de.abb.com/#/search/2CDS271446R0201
https://econfigure.de.abb.com/#/search/2CDS271446R0251
https://econfigure.de.abb.com/#/search/2CDS271446R0301
https://econfigure.de.abb.com/#/search/2CDS271446R0321
https://econfigure.de.abb.com/#/search/2CDS271446R0351
https://econfigure.de.abb.com/#/search/2CDS271446R0401
https://econfigure.de.abb.com/#/search/2CDS271446R0501
https://econfigure.de.abb.com/#/search/2CDS271446R0601
https://econfigure.de.abb.com/#/search/2CDS271446R0631
https://econfigure.de.abb.com/#/search/2CDS272445R0981
https://econfigure.de.abb.com/#/search/2CDS272445R0011
https://econfigure.de.abb.com/#/search/2CDS272445R0971
https://econfigure.de.abb.com/#/search/2CDS272445R0021
https://econfigure.de.abb.com/#/search/2CDS272445R0031
https://econfigure.de.abb.com/#/search/2CDS272445R0041
https://econfigure.de.abb.com/#/search/2CDS272445R0051
https://econfigure.de.abb.com/#/search/2CDS272445R0061
https://econfigure.de.abb.com/#/search/2CDS272445R0081
https://econfigure.de.abb.com/#/search/2CDS272445R0101
https://econfigure.de.abb.com/#/search/2CDS272445R0131
https://econfigure.de.abb.com/#/search/2CDS272445R0151
https://econfigure.de.abb.com/#/search/2CDS272445R0161
https://econfigure.de.abb.com/#/search/2CDS272445R0201
https://econfigure.de.abb.com/#/search/2CDS272445R0251
https://econfigure.de.abb.com/#/search/2CDS272445R0301
https://econfigure.de.abb.com/#/search/2CDS272445R0321
https://econfigure.de.abb.com/#/search/2CDS272445R0351
https://econfigure.de.abb.com/#/search/2CDS272445R0401
https://econfigure.de.abb.com/#/search/2CDS272445R0501
https://econfigure.de.abb.com/#/search/2CDS272445R0601
https://econfigure.de.abb.com/#/search/2CDS272445R0631


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data D characteristic

S203 MT

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

3

0.5 9133135 S203MT-D0.5 2CDS273445R0981 0.375 1
1 9132046 S203MT-D1 2CDS273445R0011 0.375 1
1.6 9133111 S203MT-D1.6 2CDS273445R0971 0.375 1
2 9132077 S203MT-D2 2CDS273445R0021 0.375 1
3 9132107 S203MT-D3 2CDS273445R0031 0.375 1
4 9132138 S203MT-D4 2CDS273445R0041 0.375 1
5 9132169 S203MT-D5 2CDS273445R0051 0.375 1
6 9132190 S203MT-D6 2CDS273445R0061 0.375 1
8 9132220 S203MT-D8 2CDS273445R0081 0.375 1
10 9132268 S203MT-D10 2CDS273445R0101 0.375 1
13 9132305 S203MT-D13 2CDS273445R0131 0.375 1
15 9132336 S203MT-D15 2CDS273445R0151 0.375 1
16 9132381 S203MT-D16 2CDS273445R0161 0.375 1
20 9132428 S203MT-D20 2CDS273445R0201 0.375 1
25 9132473 S203MT-D25 2CDS273445R0251 0.375 1
30 9132541 S203MT-D30 2CDS273445R0301 0.375 1
32 9132596 S203MT-D32 2CDS273445R0321 0.375 1
35 9132640 S203MT-D35 2CDS273445R0351 0.375 1
40 9132718 S203MT-D40 2CDS273445R0401 0.375 1
50 9132862 S203MT-D50 2CDS273445R0501 0.375 1
60 9133036 S203MT-D60 2CDS273445R0601 0.375 1
63 9133081 S203MT-D63 2CDS273445R0631 0.375 1

3+N

0.5 9134248 S203MT-D0.5NA 2CDS273446R0981 0.500 1
1 9133159 S203MT-D1NA 2CDS273446R0011 0.500 1
1.6 9134224 S203MT-D1.6NA 2CDS273446R0971 0.500 1
2 9133180 S203MT-D2NA 2CDS273446R0021 0.500 1
3 9133210 S203MT-D3NA 2CDS273446R0031 0.500 1
4 9133241 S203MT-D4NA 2CDS273446R0041 0.500 1
5 9133272 S203MT-D5NA 2CDS273446R0051 0.500 1
6 9133302 S203MT-D6NA 2CDS273446R0061 0.500 1
8 9133333 S203MT-D8NA 2CDS273446R0081 0.500 1
10 9133371 S203MT-D10NA 2CDS273446R0101 0.500 1
13 9133418 S203MT-D13NA 2CDS273446R0131 0.500 1
15 9133449 S203MT-D15NA 2CDS273446R0151 0.500 1
16 9133494 S203MT-D16NA 2CDS273446R0161 0.500 1
20 9133531 S203MT-D20NA 2CDS273446R0201 0.500 1
25 9133586 S203MT-D25NA 2CDS273446R0251 0.500 1
30 9133654 S203MT-D30NA 2CDS273446R0301 0.500 1
32 9133708 S203MT-D32NA 2CDS273446R0321 0.500 1
35 9133753 S203MT-D35NA 2CDS273446R0351 0.500 1
40 9133821 S203MT-D40NA 2CDS273446R0401 0.500 1
50 9133975 S203MT-D50NA 2CDS273446R0501 0.500 1
60 9134149 S203MT-D60NA 2CDS273446R0601 0.500 1
63 9134194 S203MT-D63NA 2CDS273446R0631 0.500 1

4

0.5 9135351 S204MT-D0.5 2CDS274445R0981 0.500 1
1 9134262 S204MT-D1 2CDS274445R0011 0.500 1
1.6 9135337 S204MT-D1.6 2CDS274445R0971 0.500 1
2 9134293 S204MT-D2 2CDS274445R0021 0.500 1
3 9134323 S204MT-D3 2CDS274445R0031 0.500 1
4 9134354 S204MT-D4 2CDS274445R0041 0.500 1
5 9134385 S204MT-D5 2CDS274445R0051 0.500 1
6 9134415 S204MT-D6 2CDS274445R0061 0.500 1
8 9134446 S204MT-D8 2CDS274445R0081 0.500 1
10 9134484 S204MT-D10 2CDS274445R0101 0.500 1
13 9134521 S204MT-D13 2CDS274445R0131 0.500 1
15 9134552 S204MT-D15 2CDS274445R0151 0.500 1
16 9134606 S204MT-D16 2CDS274445R0161 0.500 1
20 9134644 S204MT-D20 2CDS274445R0201 0.500 1
25 9134699 S204MT-D25 2CDS274445R0251 0.500 1
30 9134767 S204MT-D30 2CDS274445R0301 0.500 1
32 9134811 S204MT-D32 2CDS274445R0321 0.500 1
35 9134866 S204MT-D35 2CDS274445R0351 0.500 1
40 9134934 S204MT-D40 2CDS274445R0401 0.500 1
50 9135085 S204MT-D50 2CDS274445R0501 0.500 1
60 9135252 S204MT-D60 2CDS274445R0601 0.500 1
63 9135306 S204MT-D63 2CDS274445R0631 0.500 1

S203 MT-NA

S204 MT

https://econfigure.de.abb.com/#/search/2CDS273445R0981
https://econfigure.de.abb.com/#/search/2CDS273445R0011
https://econfigure.de.abb.com/#/search/2CDS273445R0971
https://econfigure.de.abb.com/#/search/2CDS273445R0021
https://econfigure.de.abb.com/#/search/2CDS273445R0031
https://econfigure.de.abb.com/#/search/2CDS273445R0041
https://econfigure.de.abb.com/#/search/2CDS273445R0051
https://econfigure.de.abb.com/#/search/2CDS273445R0061
https://econfigure.de.abb.com/#/search/2CDS273445R0081
https://econfigure.de.abb.com/#/search/2CDS273445R0101
https://econfigure.de.abb.com/#/search/2CDS273445R0131
https://econfigure.de.abb.com/#/search/2CDS273445R0151
https://econfigure.de.abb.com/#/search/2CDS273445R0161
https://econfigure.de.abb.com/#/search/2CDS273445R0201
https://econfigure.de.abb.com/#/search/2CDS273445R0251
https://econfigure.de.abb.com/#/search/2CDS273445R0301
https://econfigure.de.abb.com/#/search/2CDS273445R0321
https://econfigure.de.abb.com/#/search/2CDS273445R0351
https://econfigure.de.abb.com/#/search/2CDS273445R0401
https://econfigure.de.abb.com/#/search/2CDS273445R0501
https://econfigure.de.abb.com/#/search/2CDS273445R0601
https://econfigure.de.abb.com/#/search/2CDS273445R0631
https://econfigure.de.abb.com/#/search/2CDS273446R0981
https://econfigure.de.abb.com/#/search/2CDS273446R0011
https://econfigure.de.abb.com/#/search/2CDS273446R0971
https://econfigure.de.abb.com/#/search/2CDS273446R0021
https://econfigure.de.abb.com/#/search/2CDS273446R0031
https://econfigure.de.abb.com/#/search/2CDS273446R0041
https://econfigure.de.abb.com/#/search/2CDS273446R0051
https://econfigure.de.abb.com/#/search/2CDS273446R0061
https://econfigure.de.abb.com/#/search/2CDS273446R0081
https://econfigure.de.abb.com/#/search/2CDS273446R0101
https://econfigure.de.abb.com/#/search/2CDS273446R0131
https://econfigure.de.abb.com/#/search/2CDS273446R0151
https://econfigure.de.abb.com/#/search/2CDS273446R0161
https://econfigure.de.abb.com/#/search/2CDS273446R0201
https://econfigure.de.abb.com/#/search/2CDS273446R0251
https://econfigure.de.abb.com/#/search/2CDS273446R0301
https://econfigure.de.abb.com/#/search/2CDS273446R0321
https://econfigure.de.abb.com/#/search/2CDS273446R0351
https://econfigure.de.abb.com/#/search/2CDS273446R0401
https://econfigure.de.abb.com/#/search/2CDS273446R0501
https://econfigure.de.abb.com/#/search/2CDS273446R0601
https://econfigure.de.abb.com/#/search/2CDS273446R0631
https://econfigure.de.abb.com/#/search/2CDS274445R0981
https://econfigure.de.abb.com/#/search/2CDS274445R0011
https://econfigure.de.abb.com/#/search/2CDS274445R0971
https://econfigure.de.abb.com/#/search/2CDS274445R0021
https://econfigure.de.abb.com/#/search/2CDS274445R0031
https://econfigure.de.abb.com/#/search/2CDS274445R0041
https://econfigure.de.abb.com/#/search/2CDS274445R0051
https://econfigure.de.abb.com/#/search/2CDS274445R0061
https://econfigure.de.abb.com/#/search/2CDS274445R0081
https://econfigure.de.abb.com/#/search/2CDS274445R0101
https://econfigure.de.abb.com/#/search/2CDS274445R0131
https://econfigure.de.abb.com/#/search/2CDS274445R0151
https://econfigure.de.abb.com/#/search/2CDS274445R0161
https://econfigure.de.abb.com/#/search/2CDS274445R0201
https://econfigure.de.abb.com/#/search/2CDS274445R0251
https://econfigure.de.abb.com/#/search/2CDS274445R0301
https://econfigure.de.abb.com/#/search/2CDS274445R0321
https://econfigure.de.abb.com/#/search/2CDS274445R0351
https://econfigure.de.abb.com/#/search/2CDS274445R0401
https://econfigure.de.abb.com/#/search/2CDS274445R0501
https://econfigure.de.abb.com/#/search/2CDS274445R0601
https://econfigure.de.abb.com/#/search/2CDS274445R0631


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data K characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

1

0.2 9128902 S201MT-K0.2 2CDS271445R0087 0.125 10
0.3 9128940 S201MT-K0.3 2CDS271445R0117 0.125 10
0.5 9129015 S201MT-K0.5 2CDS271445R0157 0.125 10
0.75 9129077 S201MT-K0.75 2CDS271445R0187 0.125 10
1 9129114 S201MT-K1 2CDS271445R0217 0.125 10
1.6 9129169 S201MT-K1.6 2CDS271445R0257 0.125 10
2 9129183 S201MT-K2 2CDS271445R0277 0.125 10
3 9129237 S201MT-K3 2CDS271445R0317 0.125 10
4 9129282 S201MT-K4 2CDS271445R0337 0.125 10
5 9129336 S201MT-K5 2CDS271445R0357 0.125 10
6 9129350 S201MT-K6 2CDS271445R0377 0.125 10
8 9129404 S201MT-K8 2CDS271445R0407 0.125 10
10 9129428 S201MT-K10 2CDS271445R0427 0.125 10
13 9129442 S201MT-K13 2CDS271445R0447 0.125 10
15 9129466 S201MT-K15 2CDS271445R0457 0.125 10
16 9129480 S201MT-K16 2CDS271445R0467 0.125 10
20 9129503 S201MT-K20 2CDS271445R0487 0.125 10
25 9129558 S201MT-K25 2CDS271445R0517 0.125 10
30 9129572 S201MT-K30 2CDS271445R0527 0.125 10
32 9129596 S201MT-K32 2CDS271445R0537 0.125 10
35 9129619 S201MT-K35 2CDS271445R0547 0.125 10
40 9129633 S201MT-K40 2CDS271445R0557 0.125 10
50 9129657 S201MT-K50 2CDS271445R0577 0.125 10
60 9129671 S201MT-K60 2CDS271445R0587 0.125 10
63 9129725 S201MT-K63 2CDS271445R0607 0.125 10

1+N

0.2 9130028 S201MT-K0.2NA 2CDS271446R0087 0.250 5
0.3 9130066 S201MT-K0.3NA 2CDS271446R0117 0.250 5
0.5 9130134 S201MT-K0.5NA 2CDS271446R0157 0.250 5
0.75 9130189 S201MT-K0.75NA 2CDS271446R0187 0.250 5
1 9130226 S201MT-K1NA 2CDS271446R0217 0.250 5
1.6 9130271 S201MT-K1.6NA 2CDS271446R0257 0.250 5
2 9130295 S201MT-K2NA 2CDS271446R0277 0.250 5
3 9130349 S201MT-K3NA 2CDS271446R0317 0.250 5
4 9130394 S201MT-K4NA 2CDS271446R0337 0.250 5
5 9130448 S201MT-K5NA 2CDS271446R0357 0.250 5
6 9130462 S201MT-K6NA 2CDS271446R0377 0.250 5
8 9130516 S201MT-K8NA 2CDS271446R0407 0.250 5
10 9130530 S201MT-K10NA 2CDS271446R0427 0.250 5
13 9130554 S201MT-K13NA 2CDS271446R0447 0.250 5
15 9130578 S201MT-K15NA 2CDS271446R0457 0.250 5
16 9130592 S201MT-K16NA 2CDS271446R0467 0.250 5
20 9130615 S201MT-K20NA 2CDS271446R0487 0.250 5
25 9130660 S201MT-K25NA 2CDS271446R0517 0.250 5
30 9130684 S201MT-K30NA 2CDS271446R0527 0.250 5
32 9130707 S201MT-K32NA 2CDS271446R0537 0.250 5
35 9130721 S201MT-K35NA 2CDS271446R0547 0.250 5
40 9130745 S201MT-K40NA 2CDS271446R0557 0.250 5
50 9130769 S201MT-K50NA 2CDS271446R0577 0.250 5
60 9130783 S201MT-K60NA 2CDS271446R0587 0.250 5
63 9130837 S201MT-K63NA 2CDS271446R0607 0.250 5

2

0.2 9131131 S202MT-K0.2 2CDS272445R0087 0.250 5
0.3 9131179 S202MT-K0.3 2CDS272445R0117 0.250 5
0.5 9131247 S202MT-K0.5 2CDS272445R0157 0.250 5
0.75 9131292 S202MT-K0.75 2CDS272445R0187 0.250 5
1 9131346 S202MT-K1 2CDS272445R0217 0.250 5
1.6 9131391 S202MT-K1.6 2CDS272445R0257 0.250 5
2 9131414 S202MT-K2 2CDS272445R0277 0.250 5
3 9131469 S202MT-K3 2CDS272445R0317 0.250 5
4 9131513 S202MT-K4 2CDS272445R0337 0.250 5
5 9131568 S202MT-K5 2CDS272445R0357 0.250 5
6 9131582 S202MT-K6 2CDS272445R0377 0.250 5
8 9131636 S202MT-K8 2CDS272445R0407 0.250 5
10 9131650 S202MT-K10 2CDS272445R0427 0.250 5
13 9131674 S202MT-K13 2CDS272445R0447 0.250 5
15 9131698 S202MT-K15 2CDS272445R0457 0.250 5
16 9131711 S202MT-K16 2CDS272445R0467 0.250 5
20 9131735 S202MT-K20 2CDS272445R0487 0.250 5
25 9131780 S202MT-K25 2CDS272445R0517 0.250 5
30 9131803 S202MT-K30 2CDS272445R0527 0.250 5
32 9131827 S202MT-K32 2CDS272445R0537 0.250 5
35 9131841 S202MT-K35 2CDS272445R0547 0.250 5
40 9131865 S202MT-K40 2CDS272445R0557 0.250 5
50 9131889 S202MT-K50 2CDS272445R0577 0.250 5
60 9131902 S202MT-K60 2CDS272445R0587 0.250 5
63 9131957 S202MT-K63 2CDS272445R0607 0.250 5

S201 MT

S201 MT-NA

S202 MT

https://econfigure.de.abb.com/#/search/2CDS271445R0087
https://econfigure.de.abb.com/#/search/2CDS271445R0117
https://econfigure.de.abb.com/#/search/2CDS271445R0157
https://econfigure.de.abb.com/#/search/2CDS271445R0187
https://econfigure.de.abb.com/#/search/2CDS271445R0217
https://econfigure.de.abb.com/#/search/2CDS271445R0257
https://econfigure.de.abb.com/#/search/2CDS271445R0277
https://econfigure.de.abb.com/#/search/2CDS271445R0317
https://econfigure.de.abb.com/#/search/2CDS271445R0337
https://econfigure.de.abb.com/#/search/2CDS271445R0357
https://econfigure.de.abb.com/#/search/2CDS271445R0377
https://econfigure.de.abb.com/#/search/2CDS271445R0407
https://econfigure.de.abb.com/#/search/2CDS271445R0427
https://econfigure.de.abb.com/#/search/2CDS271445R0447
https://econfigure.de.abb.com/#/search/2CDS271445R0457
https://econfigure.de.abb.com/#/search/2CDS271445R0467
https://econfigure.de.abb.com/#/search/2CDS271445R0487
https://econfigure.de.abb.com/#/search/2CDS271445R0517
https://econfigure.de.abb.com/#/search/2CDS271445R0527
https://econfigure.de.abb.com/#/search/2CDS271445R0537
https://econfigure.de.abb.com/#/search/2CDS271445R0547
https://econfigure.de.abb.com/#/search/2CDS271445R0557
https://econfigure.de.abb.com/#/search/2CDS271445R0577
https://econfigure.de.abb.com/#/search/2CDS271445R0587
https://econfigure.de.abb.com/#/search/2CDS271445R0607
https://econfigure.de.abb.com/#/search/2CDS271446R0087
https://econfigure.de.abb.com/#/search/2CDS271446R0117
https://econfigure.de.abb.com/#/search/2CDS271446R0157
https://econfigure.de.abb.com/#/search/2CDS271446R0187
https://econfigure.de.abb.com/#/search/2CDS271446R0217
https://econfigure.de.abb.com/#/search/2CDS271446R0257
https://econfigure.de.abb.com/#/search/2CDS271446R0277
https://econfigure.de.abb.com/#/search/2CDS271446R0317
https://econfigure.de.abb.com/#/search/2CDS271446R0337
https://econfigure.de.abb.com/#/search/2CDS271446R0357
https://econfigure.de.abb.com/#/search/2CDS271446R0377
https://econfigure.de.abb.com/#/search/2CDS271446R0407
https://econfigure.de.abb.com/#/search/2CDS271446R0427
https://econfigure.de.abb.com/#/search/2CDS271446R0447
https://econfigure.de.abb.com/#/search/2CDS271446R0457
https://econfigure.de.abb.com/#/search/2CDS271446R0467
https://econfigure.de.abb.com/#/search/2CDS271446R0487
https://econfigure.de.abb.com/#/search/2CDS271446R0517
https://econfigure.de.abb.com/#/search/2CDS271446R0527
https://econfigure.de.abb.com/#/search/2CDS271446R0537
https://econfigure.de.abb.com/#/search/2CDS271446R0547
https://econfigure.de.abb.com/#/search/2CDS271446R0557
https://econfigure.de.abb.com/#/search/2CDS271446R0577
https://econfigure.de.abb.com/#/search/2CDS271446R0587
https://econfigure.de.abb.com/#/search/2CDS271446R0607
https://econfigure.de.abb.com/#/search/2CDS272445R0087
https://econfigure.de.abb.com/#/search/2CDS272445R0117
https://econfigure.de.abb.com/#/search/2CDS272445R0157
https://econfigure.de.abb.com/#/search/2CDS272445R0187
https://econfigure.de.abb.com/#/search/2CDS272445R0217
https://econfigure.de.abb.com/#/search/2CDS272445R0257
https://econfigure.de.abb.com/#/search/2CDS272445R0277
https://econfigure.de.abb.com/#/search/2CDS272445R0317
https://econfigure.de.abb.com/#/search/2CDS272445R0337
https://econfigure.de.abb.com/#/search/2CDS272445R0357
https://econfigure.de.abb.com/#/search/2CDS272445R0377
https://econfigure.de.abb.com/#/search/2CDS272445R0407
https://econfigure.de.abb.com/#/search/2CDS272445R0427
https://econfigure.de.abb.com/#/search/2CDS272445R0447
https://econfigure.de.abb.com/#/search/2CDS272445R0457
https://econfigure.de.abb.com/#/search/2CDS272445R0467
https://econfigure.de.abb.com/#/search/2CDS272445R0487
https://econfigure.de.abb.com/#/search/2CDS272445R0517
https://econfigure.de.abb.com/#/search/2CDS272445R0527
https://econfigure.de.abb.com/#/search/2CDS272445R0537
https://econfigure.de.abb.com/#/search/2CDS272445R0547
https://econfigure.de.abb.com/#/search/2CDS272445R0557
https://econfigure.de.abb.com/#/search/2CDS272445R0577
https://econfigure.de.abb.com/#/search/2CDS272445R0587
https://econfigure.de.abb.com/#/search/2CDS272445R0607


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data K characteristic

S203 MT

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

3

0.2 9132251 S203MT-K0.2 2CDS273445R0087 0.375 1
0.3 9132299 S203MT-K0.3 2CDS273445R0117 0.375 1
0.5 9132367 S203MT-K0.5 2CDS273445R0157 0.375 1
0.75 9132411 S203MT-K0.75 2CDS273445R0187 0.375 1
1 9132459 S203MT-K1 2CDS273445R0217 0.375 1
1.6 9132503 S203MT-K1.6 2CDS273445R0257 0.375 1
2 9132527 S203MT-K2 2CDS273445R0277 0.375 1
3 9132572 S203MT-K3 2CDS273445R0317 0.375 1
4 9132626 S203MT-K4 2CDS273445R0337 0.375 1
5 9132671 S203MT-K5 2CDS273445R0357 0.375 1
6 9132695 S203MT-K6 2CDS273445R0377 0.375 1
8 9132749 S203MT-K8 2CDS273445R0407 0.375 1
10 9132763 S203MT-K10 2CDS273445R0427 0.375 1
13 9132787 S203MT-K13 2CDS273445R0447 0.375 1
15 9132800 S203MT-K15 2CDS273445R0457 0.375 1
16 9132824 S203MT-K16 2CDS273445R0467 0.375 1
20 9132848 S203MT-K20 2CDS273445R0487 0.375 1
25 9132893 S203MT-K25 2CDS273445R0517 0.375 1
30 9132916 S203MT-K30 2CDS273445R0527 0.375 1
32 9132930 S203MT-K32 2CDS273445R0537 0.375 1
35 9132954 S203MT-K35 2CDS273445R0547 0.375 1
40 9132978 S203MT-K40 2CDS273445R0557 0.375 1
50 9132992 S203MT-K50 2CDS273445R0577 0.375 1
60 9133012 S203MT-K60 2CDS273445R0587 0.375 1
63 9133067 S203MT-K63 2CDS273445R0607 0.375 1

3+N

0.2 9133364 S203MT-K0.2NA 2CDS273446R0087 0.500 1
0.3 9133401 S203MT-K0.3NA 2CDS273446R0117 0.500 1
0.5 9133470 S203MT-K0.5NA 2CDS273446R0157 0.500 1
0.75 9133524 S203MT-K0.75NA 2CDS273446R0187 0.500 1
1 9133562 S203MT-K1NA 2CDS273446R0217 0.500 1
1.6 9133616 S203MT-K1.6NA 2CDS273446R0257 0.500 1
2 9133630 S203MT-K2NA 2CDS273446R0277 0.500 1
3 9133685 S203MT-K3NA 2CDS273446R0317 0.500 1
4 9133739 S203MT-K4NA 2CDS273446R0337 0.500 1
5 9133784 S203MT-K5NA 2CDS273446R0357 0.500 1
6 9133807 S203MT-K6NA 2CDS273446R0377 0.500 1
8 9133852 S203MT-K8NA 2CDS273446R0407 0.500 1
10 9133876 S203MT-K10NA 2CDS273446R0427 0.500 1
13 9133890 S203MT-K13NA 2CDS273446R0447 0.500 1
15 9133913 S203MT-K15NA 2CDS273446R0457 0.500 1
16 9133937 S203MT-K16NA 2CDS273446R0467 0.500 1
20 9133951 S203MT-K20NA 2CDS273446R0487 0.500 1
25 9134002 S203MT-K25NA 2CDS273446R0517 0.500 1
30 9134026 S203MT-K30NA 2CDS273446R0527 0.500 1
32 9134040 S203MT-K32NA 2CDS273446R0537 0.500 1
35 9134064 S203MT-K35NA 2CDS273446R0547 0.500 1
40 9134088 S203MT-K40NA 2CDS273446R0557 0.500 1
50 9134101 S203MT-K50NA 2CDS273446R0577 0.500 1
60 9134125 S203MT-K60NA 2CDS273446R0587 0.500 1
63 9134170 S203MT-K63NA 2CDS273446R0607 0.500 1

4

0.2 9134477 S204MT-K0.2 2CDS274445R0087 0.500 1
0.3 9134514 S204MT-K0.3 2CDS274445R0117 0.500 1
0.5 9134583 S204MT-K0.5 2CDS274445R0157 0.500 1
0.75 9134637 S204MT-K0.75 2CDS274445R0187 0.500 1
1 9134675 S204MT-K1 2CDS274445R0217 0.500 1
1.6 9134729 S204MT-K1.6 2CDS274445R0257 0.500 1
2 9134743 S204MT-K2 2CDS274445R0277 0.500 1
3 9134798 S204MT-K3 2CDS274445R0317 0.500 1
4 9134842 S204MT-K4 2CDS274445R0337 0.500 1
5 9134897 S204MT-K5 2CDS274445R0357 0.500 1
6 9134910 S204MT-K6 2CDS274445R0377 0.500 1
8 9134965 S204MT-K8 2CDS274445R0407 0.500 1
10 9134989 S204MT-K10 2CDS274445R0427 0.500 1
13 9135009 S204MT-K13 2CDS274445R0447 0.500 1
15 9135023 S204MT-K15 2CDS274445R0457 0.500 1
16 9135047 S204MT-K16 2CDS274445R0467 0.500 1
20 9135061 S204MT-K20 2CDS274445R0487 0.500 1
25 9135115 S204MT-K25 2CDS274445R0517 0.500 1
30 9135139 S204MT-K30 2CDS274445R0527 0.500 1
32 9135153 S204MT-K32 2CDS274445R0537 0.500 1
35 9135177 S204MT-K35 2CDS274445R0547 0.500 1
40 9135191 S204MT-K40 2CDS274445R0557 0.500 1
50 9135214 S204MT-K50 2CDS274445R0577 0.500 1
60 9135238 S204MT-K60 2CDS274445R0587 0.500 1
63 9135283 S204MT-K63 2CDS274445R0607 0.500 1

S203 MT-NA

S204 MT
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MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data Z characteristic

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

1

0.5 9129022 S201MT-Z0.5 2CDS271445R0158 0.125 10
1 9129121 S201MT-Z1 2CDS271445R0218 0.125 10
1.6 9129176 S201MT-Z1.6 2CDS271445R0258 0.125 10
2 9129190 S201MT-Z2 2CDS271445R0278 0.125 10
3 9129244 S201MT-Z3 2CDS271445R0318 0.125 10
4 9129299 S201MT-Z4 2CDS271445R0338 0.125 10
5 9129343 S201MT-Z5 2CDS271445R0358 0.125 10
6 9129367 S201MT-Z6 2CDS271445R0378 0.125 10
8 9129411 S201MT-Z8 2CDS271445R0408 0.125 10
10 9129435 S201MT-Z10 2CDS271445R0428 0.125 10
13 9129459 S201MT-Z13 2CDS271445R0448 0.125 10
15 9129473 S201MT-Z15 2CDS271445R0458 0.125 10
16 9129497 S201MT-Z16 2CDS271445R0468 0.125 10
20 9129510 S201MT-Z20 2CDS271445R0488 0.125 10
25 9129565 S201MT-Z25 2CDS271445R0518 0.125 10
30 9129589 S201MT-Z30 2CDS271445R0528 0.125 10
32 9129602 S201MT-Z32 2CDS271445R0538 0.125 10
35 9129626 S201MT-Z35 2CDS271445R0548 0.125 10
40 9129640 S201MT-Z40 2CDS271445R0558 0.125 10
50 9129664 S201MT-Z50 2CDS271445R0578 0.125 10
60 9129688 S201MT-Z60 2CDS271445R0588 0.125 10
63 9129732 S201MT-Z63 2CDS271445R0608 0.125 10

1+N

0.5 9130141 S201MT-Z0.5NA 2CDS271446R0158 0.250 5
1 9130233 S201MT-Z1NA 2CDS271446R0218 0.250 5
1.6 9130288 S201MT-Z1.6NA 2CDS271446R0258 0.250 5
2 9130301 S201MT-Z2NA 2CDS271446R0278 0.250 5
3 9130356 S201MT-Z3NA 2CDS271446R0318 0.250 5
4 9130400 S201MT-Z4NA 2CDS271446R0338 0.250 5
5 9130455 S201MT-Z5NA 2CDS271446R0358 0.250 5
6 9130479 S201MT-Z6NA 2CDS271446R0378 0.250 5
8 9130523 S201MT-Z8NA 2CDS271446R0408 0.250 5
10 9130547 S201MT-Z10NA 2CDS271446R0428 0.250 5
13 9130561 S201MT-Z13NA 2CDS271446R0448 0.250 5
15 9130585 S201MT-Z15NA 2CDS271446R0458 0.250 5
16 9130608 S201MT-Z16NA 2CDS271446R0468 0.250 5
20 9130622 S201MT-Z20NA 2CDS271446R0488 0.250 5
25 9130677 S201MT-Z25NA 2CDS271446R0518 0.250 5
30 9130691 S201MT-Z30NA 2CDS271446R0528 0.250 5
32 9130714 S201MT-Z32NA 2CDS271446R0538 0.250 5
35 9130738 S201MT-Z35NA 2CDS271446R0548 0.250 5
40 9130752 S201MT-Z40NA 2CDS271446R0558 0.250 5
50 9130776 S201MT-Z50NA 2CDS271446R0578 0.250 5
60 9130790 S201MT-Z60NA 2CDS271446R0588 0.250 5
63 9130844 S201MT-Z63NA 2CDS271446R0608 0.250 5

2

0.5 9131254 S202MT-Z0.5 2CDS272445R0158 0.250 5
1 9131353 S202MT-Z1 2CDS272445R0218 0.250 5
1.6 9131407 S202MT-Z1.6 2CDS272445R0258 0.250 5
2 9131421 S202MT-Z2 2CDS272445R0278 0.250 5
3 9131476 S202MT-Z3 2CDS272445R0318 0.250 5
4 9131520 S202MT-Z4 2CDS272445R0338 0.250 5
5 9131575 S202MT-Z5 2CDS272445R0358 0.250 5
6 9131599 S202MT-Z6 2CDS272445R0378 0.250 5
8 9131643 S202MT-Z8 2CDS272445R0408 0.250 5
10 9131667 S202MT-Z10 2CDS272445R0428 0.250 5
13 9131681 S202MT-Z13 2CDS272445R0448 0.250 5
15 9131704 S202MT-Z15 2CDS272445R0458 0.250 5
16 9131728 S202MT-Z16 2CDS272445R0468 0.250 5
20 9131742 S202MT-Z20 2CDS272445R0488 0.250 5
25 9131797 S202MT-Z25 2CDS272445R0518 0.250 5
30 9131810 S202MT-Z30 2CDS272445R0528 0.250 5
32 9131834 S202MT-Z32 2CDS272445R0538 0.250 5
35 9131858 S202MT-Z35 2CDS272445R0548 0.250 5
40 9131872 S202MT-Z40 2CDS272445R0558 0.250 5
50 9131896 S202MT-Z50 2CDS272445R0578 0.250 5
60 9131919 S202MT-Z60 2CDS272445R0588 0.250 5
63 9131964 S202MT-Z63 2CDS272445R0608 0.250 5

S201 MT

S201 MT-NA

S202 MT

https://econfigure.de.abb.com/#/search/2CDS271445R0158
https://econfigure.de.abb.com/#/search/2CDS271445R0218
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MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Miniature Circuite Breaker S200 MT
Ordering Data Z characteristic

S203 MT

Number 
of poles

Rated
current
[A]

Order details Weight
1 piece

kg

Pack
unit

pc.
Bbn 401677
EAN Type code Ordercode

3

0.5 9132374 S203MT-Z0.5 2CDS273445R0158 0.375 1
1 9132466 S203MT-Z1 2CDS273445R0218 0.375 1
1.6 9132510 S203MT-Z1.6 2CDS273445R0258 0.375 1
2 9132534 S203MT-Z2 2CDS273445R0278 0.375 1
3 9132589 S203MT-Z3 2CDS273445R0318 0.375 1
4 9132633 S203MT-Z4 2CDS273445R0338 0.375 1
5 9132688 S203MT-Z5 2CDS273445R0358 0.375 1
6 9132701 S203MT-Z6 2CDS273445R0378 0.375 1
8 9132756 S203MT-Z8 2CDS273445R0408 0.375 1
10 9132770 S203MT-Z10 2CDS273445R0428 0.375 1
13 9132794 S203MT-Z13 2CDS273445R0448 0.375 1
15 9132817 S203MT-Z15 2CDS273445R0458 0.375 1
16 9132831 S203MT-Z16 2CDS273445R0468 0.375 1
20 9132855 S203MT-Z20 2CDS273445R0488 0.375 1
25 9132909 S203MT-Z25 2CDS273445R0518 0.375 1
30 9132923 S203MT-Z30 2CDS273445R0528 0.375 1
32 9132947 S203MT-Z32 2CDS273445R0538 0.375 1
35 9132961 S203MT-Z35 2CDS273445R0548 0.375 1
40 9132985 S203MT-Z40 2CDS273445R0558 0.375 1
50 9133005 S203MT-Z50 2CDS273445R0578 0.375 1
60 9133029 S203MT-Z60 2CDS273445R0588 0.375 1
63 9133074 S203MT-Z63 2CDS273445R0608 0.375 1

3+N

0.5 9133487 S203MT-Z0.5NA 2CDS273446R0158 0.500 1
1 9133579 S203MT-Z1NA 2CDS273446R0218 0.500 1
1.6 9133623 S203MT-Z1.6NA 2CDS273446R0258 0.500 1
2 9133647 S203MT-Z2NA 2CDS273446R0278 0.500 1
3 9133692 S203MT-Z3NA 2CDS273446R0318 0.500 1
4 9133746 S203MT-Z4NA 2CDS273446R0338 0.500 1
5 9133791 S203MT-Z5NA 2CDS273446R0358 0.500 1
6 9133814 S203MT-Z6NA 2CDS273446R0378 0.500 1
8 9133869 S203MT-Z8NA 2CDS273446R0408 0.500 1
10 9133883 S203MT-Z10NA 2CDS273446R0428 0.500 1
13 9133906 S203MT-Z13NA 2CDS273446R0448 0.500 1
15 9133920 S203MT-Z15NA 2CDS273446R0458 0.500 1
16 9133944 S203MT-Z16NA 2CDS273446R0468 0.500 1
20 9133968 S203MT-Z20NA 2CDS273446R0488 0.500 1
25 9134019 S203MT-Z25NA 2CDS273446R0518 0.500 1
30 9134033 S203MT-Z30NA 2CDS273446R0528 0.500 1
32 9134057 S203MT-Z32NA 2CDS273446R0538 0.500 1
35 9134071 S203MT-Z35NA 2CDS273446R0548 0.500 1
40 9134095 S203MT-Z40NA 2CDS273446R0558 0.500 1
50 9134118 S203MT-Z50NA 2CDS273446R0578 0.500 1
60 9134132 S203MT-Z60NA 2CDS273446R0588 0.500 1
63 9134187 S203MT-Z63NA 2CDS273446R0608 0.500 1

4

0.5 9134590 S204MT-Z0.5 2CDS274445R0158 0.500 1
1 9134682 S204MT-Z1 2CDS274445R0218 0.500 1
1.6 9134736 S204MT-Z1.6 2CDS274445R0258 0.500 1
2 9134750 S204MT-Z2 2CDS274445R0278 0.500 1
3 9134804 S204MT-Z3 2CDS274445R0318 0.500 1
4 9134859 S204MT-Z4 2CDS274445R0338 0.500 1
5 9134903 S204MT-Z5 2CDS274445R0358 0.500 1
6 9134927 S204MT-Z6 2CDS274445R0378 0.500 1
8 9134972 S204MT-Z8 2CDS274445R0408 0.500 1
10 9134996 S204MT-Z10 2CDS274445R0428 0.500 1
13 9135016 S204MT-Z13 2CDS274445R0448 0.500 1
15 9135030 S204MT-Z15 2CDS274445R0458 0.500 1
16 9135054 S204MT-Z16 2CDS274445R0468 0.500 1
20 9135078 S204MT-Z20 2CDS274445R0488 0.500 1
25 9135122 S204MT-Z25 2CDS274445R0518 0.500 1
30 9135146 S204MT-Z30 2CDS274445R0528 0.500 1
32 9135160 S204MT-Z32 2CDS274445R0538 0.500 1
35 9135184 S204MT-Z35 2CDS274445R0548 0.500 1
40 9135207 S204MT-Z40 2CDS274445R0558 0.500 1
50 9135221 S204MT-Z50 2CDS274445R0578 0.500 1
60 9135245 S204MT-Z60 2CDS274445R0588 0.500 1
63 9135290 S204MT-Z63 2CDS274445R0608 0.500 1

S203 MT-NA

S204 MT
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https://econfigure.de.abb.com/#/search/2CDS273446R0358
https://econfigure.de.abb.com/#/search/2CDS273446R0378
https://econfigure.de.abb.com/#/search/2CDS273446R0408
https://econfigure.de.abb.com/#/search/2CDS273446R0428
https://econfigure.de.abb.com/#/search/2CDS273446R0448
https://econfigure.de.abb.com/#/search/2CDS273446R0458
https://econfigure.de.abb.com/#/search/2CDS273446R0468
https://econfigure.de.abb.com/#/search/2CDS273446R0488
https://econfigure.de.abb.com/#/search/2CDS273446R0518
https://econfigure.de.abb.com/#/search/2CDS273446R0528
https://econfigure.de.abb.com/#/search/2CDS273446R0538
https://econfigure.de.abb.com/#/search/2CDS273446R0548
https://econfigure.de.abb.com/#/search/2CDS273446R0558
https://econfigure.de.abb.com/#/search/2CDS273446R0578
https://econfigure.de.abb.com/#/search/2CDS273446R0588
https://econfigure.de.abb.com/#/search/2CDS273446R0608
https://econfigure.de.abb.com/#/search/2CDS274445R0158
https://econfigure.de.abb.com/#/search/2CDS274445R0218
https://econfigure.de.abb.com/#/search/2CDS274445R0258
https://econfigure.de.abb.com/#/search/2CDS274445R0278
https://econfigure.de.abb.com/#/search/2CDS274445R0318
https://econfigure.de.abb.com/#/search/2CDS274445R0338
https://econfigure.de.abb.com/#/search/2CDS274445R0358
https://econfigure.de.abb.com/#/search/2CDS274445R0378
https://econfigure.de.abb.com/#/search/2CDS274445R0408
https://econfigure.de.abb.com/#/search/2CDS274445R0428
https://econfigure.de.abb.com/#/search/2CDS274445R0448
https://econfigure.de.abb.com/#/search/2CDS274445R0458
https://econfigure.de.abb.com/#/search/2CDS274445R0468
https://econfigure.de.abb.com/#/search/2CDS274445R0488
https://econfigure.de.abb.com/#/search/2CDS274445R0518
https://econfigure.de.abb.com/#/search/2CDS274445R0528
https://econfigure.de.abb.com/#/search/2CDS274445R0538
https://econfigure.de.abb.com/#/search/2CDS274445R0548
https://econfigure.de.abb.com/#/search/2CDS274445R0558
https://econfigure.de.abb.com/#/search/2CDS274445R0578
https://econfigure.de.abb.com/#/search/2CDS274445R0588
https://econfigure.de.abb.com/#/search/2CDS274445R0608


MINIATURE CIRCUITE BREAKER S200 MT DATA SHEET

—
Accessories
Order Codes

Description Order details Weight
1 piece

kg

Pack
unit

pc.Type code Ordercode

Signal/Auxiliary contact (universal)
Signal contact or auxiliary contact 
(selectable)

1 changeover contact S 2C-S/H6R 2CDS200922R0001 0.04 1

To be mounted on the right side

Auxiliary contact

To be mounted on the right side

1 changeover contact S 2C-H6R 2CDS200922R0001 0.04 1

1 NO contact + 1 NC contact S 2C-H6-11R 2CDS200946R0001 0.04 1

2 NO contacts S 2C-H6-20R 2CDS200946R0002 0.04 1

2 NC contacts S 2C-H6-02R 2CDS200946R0003 0.04 1

To be mounted on the left side

1 NO contact + 1 NC contact S 2C-H11L 2CDS200936R0001 0.04 1

2 NO contacts S 2C-H20L 2CDS200936R0002 0.04 1

2 NC contacts S 2C-H02L 2CDS200936R0003 0.04 1

Bottom-fitting auxiliary contact

To be mounted on the bottom
• Time and cost-efficient
• 50% space reduction

1 NC contact S 2C-H01 2CDS200970R0031 0.01 1

1 NO contact S 2C-H10 2CDS200970R0032 0.01 1

Shunt trip

To be mounted on the right side

12 … 60 V AC S 2C-A1 2CDS200909R0001 0.15 1
12 … 60 V DC
110 … 415 V AC S 2C-A2 2CDS200909R0002 0.15 1
110 … 250 V DC

To be mounted on the left side

12 … 60 V AC S 2C-A1L 2CDS200907R0001 0.15 1
12 … 60 V DC
110 … 415 V AC S 2C-A2L 2CDS200907R0002 0.15 1
110 … 250 V DC

Rotary drive
Allows manual control from outside the enclosure S2C-DH GHS2001901R0003 0.17 1

Motor drive with remote switch on/off function
Motor operating device for 1P S201 MTR (DC) MCBs S2C-CM1 2CSS201997R0013 0.17 1

Motor operating device for 2P and 3P S200 MTR range S2C-CM/3 2CSS203997R0013 0.17 1

https://econfigure.de.abb.com/#/search/2CDS200922R0001
https://econfigure.de.abb.com/#/search/2CDS200922R0001
https://econfigure.de.abb.com/#/search/2CDS200946R0001
https://econfigure.de.abb.com/#/search/2CDS200946R0002
https://econfigure.de.abb.com/#/search/2CDS200946R0003
https://econfigure.de.abb.com/#/search/2CDS200936R0001
https://econfigure.de.abb.com/#/search/2CDS200936R0002
https://econfigure.de.abb.com/#/search/2CDS200936R0003
https://econfigure.de.abb.com/#/search/2CDS200970R0031
https://econfigure.de.abb.com/#/search/2CDS200970R0032
https://econfigure.de.abb.com/#/search/2CDS200909R0001
https://econfigure.de.abb.com/#/search/2CDS200909R0002
https://econfigure.de.abb.com/#/search/2CDS200907R0001
https://econfigure.de.abb.com/#/search/2CDS200907R0002
https://econfigure.de.abb.com/#/search/GHS2001901R0003
https://econfigure.de.abb.com/#/search/2CSS201997R0013
https://econfigure.de.abb.com/#/search/2CSS203997R0013
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Industriekunden:
ABB STOTZ-KONTAKT GmbH
Kundencenter
Eppelheimer Straße 82
69123 Heidelberg, Deutschland
Tel.: +49 (0) 6221 701-777
Fax: +49 (0) 6221 701-771
info.stotz@de.abb.com

www.abb.de/stotzkontakt
www.abb.de/installationsgeraete

We reserve the right to make technical 
changes or modify the contents of this 
document without prior notice. With re-
gard to purchase orders, the agreed par-
ticulars shall prevail. ABB AG does not ac-
cept any responsibility whatsoever for 
potential errors or possible lack of infor-
mation in this document.

We reserve all rights in this document and 
in the subject matter and illustrations con-
tained therein. Any reproduction, disclo-
sure to third parties or utilization of its 
contents – in whole or in parts – is forbidden 
without prior written consent of ABB AG. 
Copyright© 2023 ABB
All rights reserved
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