
Type Formula A1 
2 & 3 Pole
Thermal Magnetic Fixed

—
Time Current Curve Molded Case Circuit Breaker

Type Model
Frame
Amps

Current
Rating (In)

MCCB A1MCCB 100

Trip
Unit

TMF

Available Ratings (Amperes)

Operating Conditions: Curve represents cold trip 
with no prior load. Curves apply at 50 to 60 Hertz 
with reference ambient temperature of 50°C at 
2000m altitude with three phase fault applied.
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Voltage Rating: 240Vac, 50 to 60 hz systems
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INSTANTANEOUS
 MAGNETIC

Application of Circuit 
Breaker Determines 
End of Curve

THERMAL
OVERLOAD

For other than 50°C 
ambient, shift unity index 
for long time delay 
(thermal) portion of the 
curve to desired ambient

Maximum Total
Clearing Time

Minimum Total
Commit Time


