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EPR = Electronic 
Products and Relays

Product presentation

Switch mode power supply 

CP-D 24/2.5

Updated 2008-11-01
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CP-D 24/2.5
CP-D range power supply CP-D 24/2.5

■
 

Output voltage 24 V DC, output current 2.5 A
■

 
Output power 60 W

■
 

Adjustable output voltage 24-28 V
■

 
2

 
LEDs ‚LOW‘

 

–
 

red, ‚ON‘
 

–
 

green 
■

 
Single phase input
Rated: 110-240VAC, 
Range: 90-265VAC, 120-370VDC

■
 

Ambient temperature range -10 ... +70°C
■

 
Full output load up to +60°C

■
 

De-rating from 60...70°C of 2.5% / °C
■

 

Width of 71 mm
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Power supplies CP-D range
Output curve (output power over ambient temperature)

+60 +70

Continuous rating up to 60°C

D
e-rating of 2.5%

 per °C
 at up to 

70°C

Temperature range up to +70°C
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