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P9...

Ui:690V;

Uimp:4kV;

AC-15:Ue/le:AC60V/10A,AC110V/6A,AC220V/3A,AC380V/2A,

AC500V/1.5A,AC600V/1.2A;

DC-13:Ue/le:DC24V/2.5A,DC48V/1.4A,.DC60V/1A, DC110V/0.55A,

DC220V/0.27A, DC300V/0.2A;

Ith:10A;

Sb 5% 5 37 5 28 IP66(4F % enclosed), IP20 (4% %4 3%-F on terminals) ;

1§77 LED *T:Ue: 48V,60V,110V,130V,AC/DC,50/60Hz;
230VAC50/60Hz;

23 3L4%: 9 22.5mm

= R B A E
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A5 g

1) Auxiliary Contact Blocks ## 84 fi& k4% (GE and ABB Trademark):

P9 B 01 v
I II 1 v

Series Identification: # 3|5
P9 — Series P9: P9 % 7]

Form:
B — Auxiliary Contact Block ## 8} fi sk 4% 32

Contacts:

10 — 1 Normally open. 1 % FF

01 — 1 Normally closed. 1 7 1]

11 - 1 Normally open and 1 Normally closed. 1 % FF+1 & ]
02 - 2 Normally closed. 2 & 4]

20 - 2 Normally open. 2 % 7

Mounting: %3 £ A
V — Panel Mounted %14k 2= £
F — Fast-on B4

Type:

N —Normal. % #L

A — Early close.(only POB10VA) # A7 ] &
R — Late open.(only P9BO1VR) 2E B i 7

2 R 8 AER D
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2) POWER SUPPLIES #§7)7#23k (€£R) (GE and ABB Trademark): ‘

P D N 0
I 1 v VI

Series Identification: # 7|5

P9 — Series P9: P9 % 71

Form: £#

P — Power supply. A&7 743k (& R)
Type: £#

D — Direct (full voltage). & % /&

Style: XA

N — Normal # #L

Mounting: %3 7 X

V — Panel Mounted ) #& % 3%

F — Fast-on ‘Beik 23

Voltage:

0 — Full voltage, supplied without bulb & ®. /&, i tTe

NOTE: Direct Power supplies are supplied without bulb and combined with a BA9S

incandescent bulb up to 2W
E: ARERRAH LED IT3#, & B RS E 2 LA BAIS aiRkT

2 R 8 AER D
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3) LED LAMPS - LED T (GE and ABB Trademark):

BA9S 6 LED R
I II 1 v

Series Identification: % 7|5

BA9S — Series P9 MultiLED P9 % 3! LED T
Voltage: # &

6 —6V. AC/DC +/- 10%

12— 12V. AC/DC +/- 10%

24 — 24V. AC/DC +/- 10%

48 — 48V. AC/DC +/- 10%

60 — 60V. AC/DC +/- 10%

110 — 110V. AC/DC +/- 10%

130 — 130V. AC/DC +/- 10%

230 - 230V AC

Type: £#

LED - LED

Color: #i &,

R-Red &

V —Green %k&,

G — Yellow # &

L-Blue % &

B — White (only color for 130 and 60 V) & & (RiE AT 130 4= 60V)

2 R 8 AER D
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4) MOMENTARY PUSH-BUTTON (ILLUMINATED): £ 1z

PSS £27T W

=

A (B7rr X))

P9

M P L R G

D

00000

I I v Vv VI

VII

VIII

Series Identification: # 7|5
P9 — Series P9 pushbuttons P9 % 7| 448

I

Housing Material: 54kt /i

M - Metal, satin finish (GE and ABB trademark). 4 /& AT B, /&) &2

I

Form: # X
P — Standard Momentary Pushbutton #=/g 2 {2 & 448

v

Type: £#
L — llluminated. % t&

Cap color & 7 &,
0—Nocap i &
N —Black. 2 &
R-Red. & &

V —Green. 4 &
G — Yellow. & &
L—Blue. ¥ &

B — White. & &
H - Gray. & &
I Clear. ##

A —Orange. 1% &,

VI

Cap stile
G — Flush. -F42

B B 8 AL

http://www. cqc. com. cn

FE - JbE - U FAERE18859X 100070

HE:
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S — Extended 442

0— No Diffuser. 777 #5412
V —Glass #IB%5 R

D — Diffused #F #x4t%

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

= R B A E
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5) MOMENTARY PUSH-BUTTON (NON-ILLUMINATED): Z{z A& #4 (R A k)

P9

M

P

N

G

00000

I

1

v

VI

VI

Series Identification: # 7|5
P9 — Series P9 pushbuttons P9 % 7| ¥ 48

I

Housing Material: 5t 4#k#t /i

M - Metal, satin finish (GE and ABB trademark). 4 /&7 B, /&) &2

1

Form: #! X

P — Standard Momentary Pushbutton 4=/ 8 1% &l 442

Type: £#

N — Non illuminated. 7~ X %,

color & 7 &
0—Nocap i &
N —Black. 2 &
R-Red. & &

V —Green. 4@

G — Yellow. & &
L—Blue. #% &

B — White. & &

H - Gray. & &

VI

Cap stile = £A
G — Flush. 42
S — Extended. 442

VII

Customer specific code, five digit

Include any contact block under item 1, 2 or 3

| R = T\ IEH

= ;L\

i - 4L -

FIPOIf 78 %188 59X

100070

HE:

+86 10 83886666
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6) MUSHROOM-HEAD MOMENTARY (NON-ILLUMINATED):

AR EREA (RAR)

P9 M E M 4 R N 00000
1 II III v VI VII VIII
I Series Identification: % 7|5
P9 — Series P9 pushbuttons P9 % 7| 4542
II Housing Material: 5tk /i
M — Metal, satin finish (GE and ABB trademark). 2 /& AT B, & 432
I Form: # X
E — Mushroom head & %5 %
v Type: £#!
M — Momentary. £ {z %!
v Mushroom diameter:
328 mm A /% 28mm
4 —40 mm & /%2 40mm
6 — 60 mm & 42 60mm
VI Color: %7 &,
N —Black. 2 &
R-Red.zr e, (HGHRA L E)
V —Green. 4 &,
G — Yellow. & &
L—Blue. ¥ &
Vil Button: 442 £ A
N — Standard, non-illuminated. 4772, 1R &%
VIII Customer specific — 5 digit code rep. different configurations with contact blocks

oy

FREAUEH L

FE - JbE - U FAERE18859X 100070

EHi%: +86 10 83886666
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‘ Include any contact block under item 1, 2 or 3

£ u ;L\
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7) MUSHROOM-HEAD MOMENTARY (ILLUMINATED): £ 4z & & %548 (48 73T ) E

P9 M E M 4 R L 00000 E

I 1I III v A\ VI VII VIII i

I Series Identification: # 7|5 E

P9 - Series P9 pushbuttons P9 % 7| 442 :

Il Housing Material: se4&#t /i .

M - Metal, satin finish (GE and ABB trademark). 4 /&7 B, /&) &2 E

Il Form: %! X

E - Mushroom head & %% sk "

v Type: £# E

M - Momentary. £ 4z %! E

Vv Mushroom diameter: £ &k A 12 .

440 mm R & A [ 42

VI Color: &7 &, E

A —Orange. 1% &, "

R -Red. #&,

V —Green. 4 &, E

G — Yellow. % &, .

L—Blue. # & E

B — White. & &

I - Clear. B "

Vil Button: #42 £ A :

L — [lluminated. #8777 X E

VIII Customer specific — 5 digit code rep. different configurations with contact blocks .
Include any contact block under item 1, 2 or 3 E

E fRE M IEF D E

th[FE - dbF - EPUEFARE188S9X 100070 EiE: +86 10 83886666 :
____________________________________________________________________________________ o
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8) MUSHROOM-HEAD LATCHED PUSH-BUTTON (PUSH-PULL TO RELEASE):

Hide XE R4 (REMHD

P9 M E

T

00000

II

I

)%

VI

Vil

VIII

VIII

Series Identification: # 7|5
P9 — Series P9 pushbuttons P9 % 7| #:42

II

Housing Material: 5t 4#k#t i
M — Metal, satin finish (GE and ABB trademark).

2 EA B, B AR —

I

Form: # X
E — Mushroom head 7 3%k

v

Type: £ %!
T — Pull to release. #=42 /& i

BEIEKEA
4 — 40 mm diameter # /2 40mm

Mushroom diameter:

VI

Color: Z #i &,

N —Black. 2 &
R-Red. &

V —Green. 4 &,
G — Yellow. & &
L—Blue. ¥ &

VIl

Button: #42 £ A
N — Standard, non-illuminated. #77E%, &L
L — Illuminated #8747 X,

VIII

i

Function ¥ #&
1 — 2 states. 2 AP KA

E

RE=E A MERR I

B - LR - PR AER18859X

100070

EHi%: +86 10 83886666
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Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

£ u ;L\
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9) MUSHROOM-HEAD LATCHED PUSH-BUTTON (PUSH-TWIST AND E
PUSH-KEY TO RELEASE): #fite X B #48 (#% T 4250 i 8 A= 42 T AR E 50 .

P9 M E R R N 95 00000 E

1 II 111 v VI VII VIII VIIII E

I Series Identification: % 3|5 -

P9 — Series P9 pushbuttons P9 % 7|44 .

1 Style: # X,

M — Metal, satin finish (GE and ABB trademark). £ /& A7 &, &) 432 ¢

11 Form: 7 X .

E — Mushroom head & %k E

v Type: £# .

R — Twist to reset. 125} fi% 5 :

C — Key to release 4R AL fig 4i E

\Y Mushroom diameter: 2 %k A 12 "

3 — 28 mm. (not for key to release) (4A=L A 41 1~ & ) g

4 - 40 mm

VI Color: &, .
R—Red. & "

Vil Button: 442 £ A& E

N — Standard, non-illuminated. #7ER, &KX :

VIII Key code (only for key to release) #AREAX 2 (A& F TR MHA) -

01, 02, 03, 04, 05, 10, 16, 19, 37, 95 E

VIIII Customer specific — 5 digit code rep. different configurations with contact blocks E
Include any contact block under item 1, 2 or 3 H

=1 \ -

E [REIAEF L :

th[FE - dbF - EPUEFARE188S9X 100070 EiE: +86 10 83886666 :
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| F 0 S ST % '

ar A HETES :

I b * :

12 B E ik :
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10) EMERGENCY PUSH-BUTTON WITH POSITIVE OPENING: E

%A R W A ;

P9 X E R 4 R A W 00000 E

I 11 I v Vv VI VII VIII VIIII E

I Series Identification: # 7|5 -

P9 — Series P9 pushbuttons P9 % 7|44 .

II Style: # X E

X —Round, plastic. Z#77#&, [42 ¢

11 Form: 7 X .

E — Mushroom head & %5 & E

v Type: X% "

R — Twist to reset «‘fﬂﬁ] % 5 -

\Y Mushroom diameter: & %%k B 2 E

4 —40 mm 1

VI Color: il & "

R—Red. &

Vil Function & E

A — Positive opening. B & ¥f -

VIII Additional code: P 4X 75 E

W — Status indicator :

VIIII Customer specific — 5 digit code rep. different configurations with contact blocks -

Include any contact block under item 1, 2 or 3 :

=1 \ -

E fRE M IEF D :

http://www. cgc. com, cn th(E - L3 - EPUEFFEEL188 29X 100070 FiiE. 186 10 83886666 °
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11) PILOT LIGHTS: #5747 %

M L R
II 1 v

Series Identification: & 7|5

P9 — Series P9 pushbuttons P9 % 7| #42
Style:

M - Metal, satin finish (GE and ABB trademark). 4 /&#T B, /&) &2
Type: £#

L — Pilot light 4§47

Color: &7 &

N —Black. 2 &

R—Red. L&

V —Green. 4 &,

G —Yellow. & &

L—Blue. # &

Lens: 4t h £A&!

D — diffused ##5t %

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

2 R 8 AER D
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12) TOGGLE SWITCHES: #4317 %

M C B

I 1 v

Series Identification: # 7|5
P9 — Series P9 pushbuttons P9 % 3| #:42

Style: # X
M - Metal, satin finish (GE and ABB trademark). 4 /&#T B, /&) &2

Type: £#
C — Toggle Switch &3 7 %

Function: &% [1]
D — 2 Position Fixed 34z E & Lo]
= . =

B — 3 Positions Fixed =4z B &
C — Transient to zero from one position A 1 {2z E IR E 2] 0 1z &

Toggle switches

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

2 R 8 AER D
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13) SELECTOR PUSH-BUTTON: #t4F#41 t.

M PS 21

I 1 v

Series Identification: & 7|5
P9 — Series P9 pushbuttons P9 % | 442

Style: # X
M - Metal, satin finish (GE and ABB trademark). 4 /&7 B, /&) &2

Type: £#
PS — Selector Push Button %&£ #4442

= = T
Function: 7 A& position
Positions Function  Contacts Normal Depressed on flange

22 —231 -
34 - 301 Normal Depressed

.

Normal Depressed
[l

Il
Iw(lll 301

Cap Style Z# X
G — Maintained. -F

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

= =N EF L
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14) ILLUMINATED SELECTOR SWITCHES: #§ 747 it #7F X & '.

P9 M S A Z 0 R
I I 1 v A% VI

Series Identification: # 3|5
P9 — Series P9 pushbuttons P9 % 7| 448
Style: # X
M — Metal, satin finish (GE and ABB trademark). 4 /& a7 &, & 432
Type:
S — Selector switch. #£#FHF %
Handle shape: F4574 4K
L—Knob. 742
A —Lever
Nr of positions 1% & # =
D — 2 Positions. 2 {2 &
Z — 3 Positions. 3 4z &
Return: 2 E45 &

L

: <‘|’/.‘ 0 — fixed position. [ &4z &

> 1 — Return from left (only for V =Z). A Z ik &

5 — Return from right (only for V =27). A% ik =

3 — Return from left and right (only for V = Z). A &l F= £ )14 =]

\<E[>N

Color. i &,

0 .- without knob (only for IV=L) T~ 7€42( R E AT IV=L)
B - White & &

A —Orange. 1% &,

2 R 8 AER D

hE - bR - FEUIF K188 59X 100070 i&: +86 10 83886666
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R-Red. &

V —Green. % &

G - Yellow. % &

L-Blue. ¥ &

I—-Clear. %8

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

= R B A E
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15) KEY SELECTOR SWITCHES: i ##¢ 69i2 7 X E‘“

M S C
I I v

Series Identification: # 3|5

P9 — Series P9 pushbuttons P9 % 7| 442

Style: # X

M — Metal, satin finish (GE and ABB trademark). 4 /& a7 &, & 432
Type: £#

S — Selector switch. #£#FHF %

Actuator: &%) %

C —Key. %%

Function: ) #¢

Position
Positions Function Contacts on flange
23 1 olagel 2 B11 M=

R — )

\\ goe I D B10 -, n__u

\/ Bll ziai =

B10 w.. B10 ..

O go1 nar—a BO1 31—z

BIL o ™

1" F 12

B2
B11 g 22

Return: &2 =43 &

0 — fixed position. B €4z &

1 — Return from left. A Z 1]i& =]

3 — Return from left and right. A Z ] F= 25 M) i4 =)

2 R 8 AER D

http://www. cqc. com. cn hE - bR - FEUIF K188 59X 100070 1&: +86 10 83886666
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5 — Return from right. A 7% 414 )

Key removal position %A 4z &

A-1 F-1I-1I M-II-1V T-1-0-1I
B-1I H-1-0 N-0-1I U-1-1I-1V
C-0 J-1-1II P-II-1V V-II-1I-1v
D-1III K-I-1V R-I-1II-1III Z-1-NI-1II-1V
E-1IV L-II-1II S—I-1I-1V

Key code: #AREAX 2L

01, 33, 37, 95.

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

2 R 8 AER D
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16) SELECTOR SWITCHES WITH LEVER AND KNOB:
BRI ORI £ CRAFAT) e (.

M S M
II 1 v

Series Identification: % 7|5

P9 — Series P9 pushbuttons P9 % 7| 4542

Style: # X

M - Metal, satin finish (GE and ABB trademark). £ /& AT B, /&) &2
Type: £#

S — Selector switch. ##FHF %

Actuator: &%) %

M —Knob %42

V - Lever. #44F

Function: ) ¢

= fi= A UE L

thizE - b= - FEUIFAEE18859X 100070 1% +86 10 83886666
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Position
Positions Function Contacts on flange

0 - "
2: 35 1 Bl i
f

Bll zsi =

| g I D BIO

810 w..
B10 w..

BO1 BO1 24—z

B11 oo
112

Bn___

Lo

81113_‘_‘,_14
Wl 12
2 — - 24
Bllaa~—u

B1l3——n
TN,
B —n

B11 zy 2

Return: &2 =45 &

0 — fixed position. B €4z &

1 — Return from left. A Z i =

3 — Return from left and right. A Z ] F= 25 M4 =
5 — Return from right. AA % 414 =)

Color: i &,

R-Red. &

N —Black. 2 &

Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

£ J;E}
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17) JOYSTICK: 444 h

P9 M M N
I I 1 v

Series Identification: # 3|5

P9 — Series P9 pushbuttons P9 % 7| #5428
Housing material: ¢4t #+

M — Metal (GE and ABB marked). & /%
Type: £#

M — Joystick. & 24

Interlock: % 4%

N — Normal. % #L

B — with interlock mechanism. 77 AUk E %

Function: # At

2T — 2 positions transient 2 4% & B %

2F — 2 positions fixed 2 1z & B &

2A — 1 transient — 3 fixed positions 1 4z E B %, 31z & B &
2B - 3 transient 1 fixed position 3 {2 E B2 %, 142 % B &
4T — 4 positions transient 4 % & B %

4F — 4 positions fixed. 4 1z & & &

E R= A uER
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VI Customer specific — 5 digit code rep. different configurations with contact blocks

Include any contact block under item 1, 2 or 3

OTE: Devices with GE and ABB trademark have identical ratings, materials, design and

color. The only difference 1s marking on contact blocks and power supplies and packaging.

72: GE 42 ABB &t = R B A ARR 69 54k, #H#, XitAiiée. RA &~ o iikfit e
2 PR TN o

= R B A E
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