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AF190-*-*-*, AF205-*-*-*, AF190B-*-*-*, AF205B-*-*-*, AFS190-30-*-*, AFS205-30-*-*

Ui:1000V;

Uimp:8kV;

Ith: 275A,355A with terminal enlargement LW 185;
AF*(S)190*-30:

AC-1: Ue/le:220-240V/380-415V/690V/275A,1000V/250A;
AC-3:

Ue/le:220-240V/230V/380-415V/400V/440V/190A,500V/156A,690V/135A,1000V/85A;

AC-4: Ue/le:500V/128A,690V/93A,1000V/72A;
AF*(S)205*-30:

AC-1: Ue/le:220-240V/380-415V/690V/350A,1000V/275A;
AC-3:

Ue/le:220-240V/230V/380-415V/400V/440V/205A,500V/185A,690V/165A,1000V/100A;

AC-4: Ue/le:500V/156A,690V/104A,1000V/85A;
AF190-40:

AC-1: Ue/le:220-240V/380-415V/690V/275A,1000V/250A;
AC-3: Ue/le:220-240V/230V/380-415V/400V/440V/190A;
AF205-40:

AC-1: Ue/le:220-240V/380-415V/690V/350A,1000V/275A;
AC-3: Ue/le:220-240V/230V/380-415V/400V/440V/205A;
A :3PAP;

Us: Code 11: 24-60V 50/60Hz,20-60V d.c.,

Code12: 48-130V 50/60Hz, d.c.,

Code 13: 100-250V 50/60Hz,d.c.,

Code 14: 250-500V 50/60Hz, d.c.,

Code 33: 100-250V 50/60Hz, d.c., with PLC,

Code 34: 250-500V 50/60Hz, d.c. with PLC,

Code 42: 110-120V a.c. 50/60Hz (Fast contactor - limited voltage range),
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Code 43: 220-240V a.c. 50/60Hz (Fast contactor - limited voltage range);
Be R H B k(L E)

CAL19-11, CAL19-11B:(CQC2013010304607426);

Ith: 16A;

1NO1NC,2NO2NC;

AC-15: Uelle: 127VI6A, 240V/4A,440V/3A, 690V/2A;

DC-13: Ue/le:24V/3A, 48V/1.5A,72V/1A,125V/0.55A, 250V/0.3A;
CEL19-10,CEL19-01: (CQC2016010304872160);

Ith:0.1A;

1NO,1NC;
AC-14:Uelle:24-125V/0.1A;DC-12:Ue/le:24-110V/0.1A;
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A 5 &4 fif#% (Explanation of model/ type):

AF190B-30-11RT-13

Full type & 5
RS 1 (AF190B)

2 (30)

Product /= & N

=

Position
. package label
12 & J
BFEARE

=i

1 = Name of series and size of contactor &% %% & 7| & AR & & /)

AF190 = Basic model # A& &

AF190B = For rolling stock applications #L % 5

AFS190 = Safety contacts % 23&fik %5
AF205 = Basic model # A A5

AF205B = For rolling stock applications #L % 57

AFS205 = Safety contacts 4= 4>+ fi 35

2: Number of main contacts
30 =3 NO- and 0 NC-contacts 3 % 7
40 =4 NO- and 0 NC-contacts 4 % FF

= = IAEF L

http://www. cqc. com. cn hiE - JbR - PR E188 59X

100070

1&: +86 10 83886666




WA IEEH
& B EIAUE

JE$ %5 : €QC2014010304676685

NIERRMENERGER | ERERRARN

3: Number of NO and NC auxiliary contacts ## 8 fi& 3k (CAL19-11, CEL19-01 or CEL19-10)
00 = without auxiliary contact 7## B/ fi 3k
11 =1NO- and 1 NC-contacts (side mounted 43 CAL19-11)
22 =2 NO- and 2 NC-contacts (side mounted, 3% 2 pieces CAL19-11)
01 = 0 NO- and 1 NC-contacts (side-mounted 3% CEL19-01)
10 = 1 NO- and 0 NC-contacts (side-mounted 1]3% CEL19-10)
12 = 1 NO- and 2 NC-contacts (side-mounted /3 CAL19-11 and CEL19-01 only for
AFS-contactor 1% %
RAERRE)

4: Main terminal connection F &% 7 X
“blank” indicates standard connection Blank4X & 47 /£ 4 % 77 X,
RT indicates ring-tongue connection RT X & 3~ 5 4 & 77 X

5: Control supply voltage code % B X5

11: Us =20-60V d.c./24-60V a.c.

12: Us =48-130V a.c./d.c.

13: Us = 100-250V a.c./d.c.

14: Us = 250-500V a.c./d.c.

31: Us =20-60V d.c./24-60V a.c. with PLC-control

32: Us =48-130V a.c./d.c. with PLC-control

33: Us = 100-250V a.c./d.c. with PLC-control

34: Us =250-500V a.c./d.c. with PLC-control
42: Us=110-120V a.c. (Fast contactor - limited voltage range)
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43: Us = 220-240V a.c. (Fast contactor - limited voltage range)
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