
Your ideal solution for any

lighting project. Well tested, reliable,

effective, efficient and long lasting.

A Brighter Future with



T8 Standard
....High efficiency, smaller diameter,

energy-saving and long-life

fluorescent lamp series of standard

T8/18/30/36
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T8 Standard

The T8 standard fluorescent lamp is commonly used
in residential premises as well as commercial
environments such as schools, shops, hotels,
hospitals and offices, etc.

Compared with the T12, the T8 has a 10% increase
in light efficiency. The wide range of color
temperatures available allows for the creation of
different environment ambience and caters to a
more varied range of consumers’ taste and
preference.

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com

Type Power Voltage Current Color Color Light flux Standard Standard Cap
(W) (V) (A) Temperature(K) (Lm) Dia d(mm) length L(mm) Type

FS8 18 01 18 57 0.37 Daylight 6500 1050 26 60 G13

FS8 18 02 18 57 0.37 Warm 2900 1180 26 60 G13
White

FS8 30 01 18 96 0.365 Daylight 6500 1850 26 900 G13

FS8 30 02 30 96 0.365 Warm 2900 2245 26 900 G13
 White

FS8 36 01 36 103 0.43 Daylight 6500 2500 26 1200 G13

FS8 36 02 36 103 0.43 Warm 2900 3000 26 1200 G13
 White

d

L



T8 Three-
Primary

....High efficiency, smaller diameter,

energy-saving and long-life

fluorescent lamp series of three-

primary colour T8/18/30/36
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T8Three Primary

The T8 three-primary fluorescent lamp is commonly
used in residential premises as well as commercial
environments such as schools, shops, hotels, hospitals
and offices, etc.

Compared with the T8 Standard, the T8 three-primary
has the following added advantages:

• Light efficiency +15%

• Maintaining of luminous rate (2000 hours) +10%

• Life span > 8000 hours

• High light index RA > 80

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com

Type Power Voltage Current Color Color Light flux Standard Standard Cap
(W) (V) (A) Temperature(K) (Lm) Dia d(mm) length L(mm) Type

FS8 18 11 18 57 0.37 Daylight 6500 1300 26 60 G13

FS8 18 12 18 57 0.37 Warm 2900 1380 26 60 G13
White

FS8 30 11 30 96 0.365 Daylight 6500 2150 26 900 G13

FS8 30 12 30 96 0.365 Warm 2900 2350 26 900 G13
 White

FS8 36 11 36 103 0.43 Daylight 6500 2900 26 1200 G13

FS8 36 12 36 103 0.43 Warm 2900 3350 26 1200 G13
 White
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....High efficiency, smaller diameter,

energy-saving and long-life fluorescent

lamp series of standard circular

T9/22/32/40

T9 Standard
CircularFluorescent

         Lamp
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Standard Circular
Fluorescent Lamp

T9
Unique selling points of the T9 Standard Circular
Fluorescent Lamp

• Compact design

• Suitable for different fixtures

• Broad casting of light

• Life span > 8000 hours

• Widely used in residential and commercial
   environments

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com
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Type Power Voltage Current Color Color Light flux Standard Standard Cap
(W) (V) (A) Temperature(K) (Lm) Dia.d(mm) Dia d1(mm) Type

FC9 22 01 22 55 0.400 Daylight 6500 980 29 210 G10q

FC9 22 02 22 55 0.400 Warm 2900 1150 29 210 G10q
White

FC9 32 01 32 74 0.450 Daylight 6500 1700 29 310 G10q

FC9 32 02 32 74 0.450 Warm 2900 1850 29 310 G10q
White

FC9 40 01 40 100 0.415 Daylight 6500 2225 29 400 G10q

FC9 40 02 40 100 0.415 Warm 2900 2580 29 400 G10q
White



T9 Three-
Primary Colour

Circular Fluorescent
Lamp

....High efficiency, smaller diameter,

energy-saving and long-life fluorescent

lamp series of three-primary colour

T9/22/32/40
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Three- Primary Colour
Circular Fluorescent Lamp

T9
In comparison with the T9 Standard Circular
Fluorescent lamp, the advantages of the T9 three-
primary color circular fluorescent lamp has the
following added advantages :

•  Increased in light efficiency  +15%

•  Maintenance of luminous rate at 2000 hours +10%

•  Long life span > 8000 hours

•  High light index RA > 80

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com

Type Power Voltage  Current Color Color Light flux Standard Standard Cap
(W) (V) (A) Temperature(K) (Lm) Dia d(mm) dia d1(mm) Type

FC9 22 11 22 55 0.400 Daylight 6500 1200 29 210 G10q

FC9 22 12 22 55 0.400 Warm 2900 1380 29 210 G10q
White

FC9 32 11 32 74 0.450 Daylight 6500 2000 29 310 G10q

FC9 32 12 32 74 0.450 Warm 2900 2150 29 310 G10q
White

FC9 40 11 40 100 0.415 Daylight 6500 2400 29 400 G10q

FC9 40 12 40 100 0.415 Warm 2900 2900 29 400 G10q
 White

d

d1



T9 Standard
Fluorescent Lamp

....High efficiency, smaller diameter,

energy-saving and long-life

fluorescent lamp series of standard

T9/20/30/38
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T9 Standard
Fluorescent Lamp

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com

The T9 standard fluorescent lamp is commonly used
in residential premises as well as commercial
environments such as schools, shops, hotels, hospitals
and offices, etc. Compared with the T12, the T9
Standard Fluorescent Lamp saves energy usage up
to 15%.

d

L
Type Power Voltage Current Color Color  Light flux Standard Standard Cap

(W) (V) (A) Temperature(K) (Lm) Dia d(mm) Length L(mm) Type

FS9 20 01 20 60 0.37 Daylight 6500 1050 29 60 G13

FS9 20 02 20 60 0.37 Warm 2900 1180 29 60 G13
White

FS9 30 01 30 88 0.41 Daylight 6500 1850 29 900 G13

FS9 30 02 30 88 0.41 Warm 2900 2245 29 900 G13
White

FS9 38 01 38 108 0.415 Daylight 6500 2610 29 1200 G13

FS9 38 02 38 108 0.415 Warm 2900 3000 29 1200 G13
White



T10 Standard
Fluorescent Lamp

....High efficiency, smaller diameter,

energy-saving and long-life

fluorescent lamp series of standard

T10/20/30/40
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Type Power Voltage Current Color Color Light flux Standard Standard Cap
(W) (V) (A) Temperature(K) (Lm) Dia d(mm) Length L(mm) Type

FS0 20 01 20 58 0.37 Daylight 6500 980 32 60 G13

FS0 20 02 20 58 0.37 Warm 2900 1180 32 60 G13
 White

FS0 30 01 30 84 0.405 Daylight 6500 1760 32 900 G13

FS0 30 02 30 84 0.405 Warm 2900 2145 32 900 G13
 White

FS0 38 01 38 106 0.420 Daylight 6500 2560 32 1200 G13

FS0 38 02 38 106 0.420 Warm 2900 2820 32 1200 G13
 White

T10 Standard
Fluorescent Lamp

The T10 standard fluorescent lamp is commonly
used in residential premises as well as
commercial environments such as schools,
shops, hotels, hospitals and offices, etc.

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com
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Features
• Selv supply for increase safety
• High efficiency ( >95%)
• Primary-Secondary insulation (4kV)
• According to IEC1047/IEC1046
• Thermally Protected 125ºC
• Fuse Protected
• Short circuit protected
• Easy installation
• Transient protected

Description
• In common with other electronic transformer
• lamp leads should be kept to a minimum and

should not exceed 1.0m
• Not suitable for dimming

Electronic 12V Transformer

Range

CODE WATTAGE

TEE 20 00 15~25W

TEE 50 00 30~50W
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Electrical Characteristics
CODE LAMP LINE OUTPUT POWER

LOAD CURRENT (A) VOLTAGE FACTOR

TEE 20 00 15~25W 0.0625-0.105 12VAC 0.99

TEE 50 00 30~50W 0.125-0.21 12VAC 0.99

Technical Data

Rated mains supply voltage 220V-240V

Mains frequency 50/60Hz

Ambient temperature range +10°C to +50°C
(for stable lamp running)

Mechanical Dimensions and Ordering Data

CODE BALLAST MEASUREMENT N.W. pcs per 
(g) CARTON

TEE 20 00 157 40 36 125 50

TEE 50 00 157 40 36 125 50

L(mm) W(mm) H(mm)

METAL CASE

ABB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com



Features
• Conformed to EN 60742
• Class I protection
• Using high grade silicon and wire
• Supplied with or without thermal protector

Description
With thermal protector and without thermal
protector types.
>10 years life span

Electromagnetic 12V Transformer

Range

Without thermal
protector

With thermal
protector

CODE WATTAGE

TEM 20 00 15~25W

TEM 50 00 30~50W

TEM 20 10 15~25W

TEM 50 10 30~50W
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Electrical Characteristics
CODE LAMP LOAD

TEM 20 00 15~25W

TEM 50 00 30~50W

TEM 20 10 15~25W

TEM 50 10 30~50W

Technical Data
Rated mains supply voltage 220V/230V/240V

Mains frequency 50/60Hz

Mechanical Dimensions and Ordering Data
CODE BALLAST MEASUREMENT N.W. pcs per 

(g) CARTON

TEM 20 00 150 41 32 550 20

TEM 50 00 170 41 32 750 20

TEM 20 10 150 41 32 550 20

TEM 50 10 170 41 32 750 20

L(mm) W(mm) H(mm)

ABB Installation Materials (East Asia) Pte Ltd
2, Ayer Rajah Crescent,
Singapore139935
Tel: (65) 773 8331
Fax: (65) 779 3401
Website: www.abb.com



Features
• Conformed to IEC928/IEC929 EN61000 3.2
• High grade electronic components
• Power factor >0.90; >0.95
• THD <30%
• Soft start to prolonged lamp life (0.4S<+<2S)
• Low voltage start >110V
• Line filter included
• Excellent circuit protection
• Flame retardant materials
• Energy saving up to 25%

Description
High power factor type with 45500 hour life span
HIgh power factor type Size A of rapid start with
50000-hour life span

NPF & HPF Electronic Ballast
for Linear Fluorescent Lamp

Range

NPF-Size B

HPF-Size B

HPF-Size A

CODE WATTAGE

BEN 15 91 1 X 15W

BEN 15 81 2 X 15W

BEN 20 91 1 X 18/20W

BEN 20 81 2 X 18/20W

BEN 40 91 1 X 36/40W

BEH 20 91 1 X 18/20W

BEH 20 81 2 X 18/20W

BEH 40 91 1 X 36/40W

BEH 20 11 1 X 18/20W

BEH 20 21 2 X 18/20W

BEH 40 11 1 X 36/40W

BEH 40 21 2 X 36/40W

BEH 58 11 1 X 58/65W

BEH 58 21 2 X 58/65W
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Electrical Characteristics
CODE LAMP LINE CREST POWER

LOAD CURRENT (A) FACTOR FACTOR

BEN 15 91 1 X 15W - 1.7 >0.5

BEN 15 81 2 X 15W 0.200 1.7 >0.5

BEN 20 91 1 X 18/20W 0.150 1.7 >0.5

BEN 20 81 2 X 18/20W 0.245 1.7 >0.5

BEN 40 91 1 X 36/40W 0.245 1.7 >0.5

BEH 20 91 1 X 18/20W 0.085 2.0 >0.95

BEH 20 81 2 X 18/20W 0.165 2.0 >0.95

BEH 40 91 1 X 36/40W 0.165 2.0 >0.95

BEH 20 11 1 X 18/20W 0.085 1.6 >0.95

BEH 20 21 2 X 18/20W 0.160 1.6 >0.95

BEH 40 11 1 X 36/40W 0.160 1.6 >0.95

BEH 40 21 2 X 36/40W 0.315 1.6 >0.95

BEH 58 11 1 X 58/65W 0.240 1.6 >0.95

BEH 58 21 2 X 58/65W 0.530 1.6 0.99

Technical Data

Rated mains supply voltage 220-240V / 110-120V

Mains frequency 50/60Hz

Ambient temperature range 0°C-65°C
(for stable lamp running)

Size A

Mechanical Dimensions and Ordering Data
CODE SIZE BALLAST MEASUREMENT N.W. pcs per 

 TYPE (g) CARTON

BEN 15 91 Size B 157 40 36 110 50

BEN 15 81 Size B 157 40 36 110 50

BEN 20 91 Size B 157 40 36 110 50

BEN 20 81 Size B 157 40 36 110 50

BEN 40 91 Size B 157 40 36 110 50

BEH 20 91 Size B 157 40 36 125 50

BEH 20 81 Size B 157 40 36 125 50

BEH 40 91 Size B 157 40 36 125 50

BEH 20 11 Size A 335 43 38 372 25

BEH 20 21 Size A 335 43 38 372 25

BEH 40 11 Size A 335 43 38 372 25

BEH 40 21 Size A 335 43 38 403 25

BEH 58 11 Size A 335 43 38 372 25

BEH 58 21 Size A 372 45 33 437 25

L(mm) W(mm) H(mm)

Size B

ABB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com



Features
• Conformed to IEC 920/IEC 921, BSEN

60920/BSEN 60921 standard
• Finest silicon and wire
• More than 15 years' ballast life
• Least vibration and noise
• Available in 110/220/230V, 50 or 60Hz

Description
Complete range of electromagnetic ballast for
standard T8-T12 linear, circular fluorescent  lamp,
and compact fluorescent lamps.

NPF Electromagnetic Ballast

Range

For T8-T12

For circular fluorescent
lamp

For compact fluorescent
lamp

CODE WATTAGE

BMN 58 11 1 X 58/65W

BMN 40 11 1 X 36/40W

BMN 30 11 1 X 30W

BMN 20 11 1 X 18/20W

BMN 22 12 1 X 22W

BMN 32 12 1 X 32W

BMN 11 13 1 X 7/9/11W

BMN 09 23 2 X 9W

BMN 13 13 1 X 13W

BMN 18 13 1 X 18W

BMN 26 13 1 X 26W
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CODE LAMP LOAD LINE CURRENT (A) POWER FACTOR ∆t (°C) tw(°C)

BMN 58 11 58/65W 0.67 0.48 55 130

BMN 40 11 36/40W 0.43 0.48 55 130

BMN 30 11 30W 0.365 0.47 55 130

BMN 20 11 18/20W 0.37 0.33 55 130

BMN 22 12 22W 0.40 0.35 55 130

BMN 32 12 32W 0.45 0.45 55 130

BMN 11 13 7/9/11W 0.180/0.170/0.155 0.30/0.35/0.45 50 130

BMN 09 23 2 x 9W 0.17 0.55 50 130

BMN 13 13 13W 0.17 0.45 50 130

BMN 18 13 18W 0.21 0.50 55 130

BMN 26 13 26W 0.31 0.48 55 130

Electrical Characteristics

Technical Data

Rated main supply voltage 220V/230V/240V

Mains frequency 50/60Hz

Available on plug-in or screw type terminal block

Mechanical Dimensions and Ordering Data
CODE BALLAST MEASUREMENT N.W. pcs per 

(g) CARTON

BMN 58 11 195 41 28 840 20

BMN 40 11 150 41 28 520 20

BMN 30 11 150 41 28 520 20

BMN 20 11 150 41 28 520 20

BMN 22 12 150 41 28 560 20

BMN 32 12 150 41 28 560 20

BMN 11 13 86 41 28 840 50

BMN 09 23 86 41 28 840 50

BMN 13 13 86 41 28 840 50

BMN 18 13 86 41 28 840 50

BMN 26 13 130 41 28 470 20

L(mm) W(mm) H(mm)

BB Installation Materials (East Asia) Pte Ltd
 Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com
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Features
• High-grade silicon and wire
• Power factor >90%
• Equipped with internal thermal protector
• More than 15 years’ ballast life
• Safe and durable

Description
Available in Pre-heat & Rapid Start types.

HPF Electromagnetic Ballast

Range

Pre-Heat

Rapid Start

CODE WATTAGE

BMH 20 11 1 X 20W

BMH 20 21 2 X 20W

BMH 40 11 1 X 40W

BMH 40 21 2 X 40W

BMH 40 16 1 X 40W

BMH 40 26 2 X 40W
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Electrical Characteristics
CODE LAMP LINE CURRENT (A) POWER FACTOR

BMH 20 11 1 X 20W 0.17 >90%

BMH 20 21 2 X 20W 0.23 >90%

BMH 40 11 1 X 40W 0.22 >90%

BMH 40 21 2 X 40W 0.43 >90%

BMH 40 16 1 X 40W 0.24 >90%

BMH 40 26 2 X 40W 0.43 >90%

Technical Data

Rated mains supply voltage 220V/230V

Mains frequency 50/60Hz

Ambient temperature range (for stable lamp running) - 15°C-60°C

Mechanical Dimensions and Ordering Data
CODE BALLAST MEASUREMENT N.W. pcs per 

(g) CARTON

BMH 20 11 190 60 40 170 10

BMH 20 21 190 60 40 230 10

BMH 40 11 190 60 40 220 10

BMH 40 21 190 60 40 430 10

BMH 40 16 240 60 40 240 10

BMH 40 26 240 60 40 430 10

L(mm) W(mm) H(mm)

BB Installation Materials (East Asia) Pte Ltd
, Ayer Rajah Crescent,
ingapore139935
el: (65) 773 8331
ax: (65) 779 3401

Website: www.abb.com



• 8 times the life of an incandescent lamp, life span
of 8000 hours

• Up to 70% energy savings compared with
incandescent lamps of the same brightness

• Excellent color rendering, RA≥80

• Pleasant, stable and soft luminous intensity

• Indoor lighting: ETS energy saving lamps
fit most luminaries with screw base, especially
where continuous economical lighting is needed

• Application: Suitable for conventional indoor
lighting, restaurants, hotels, foyers, corridors,
surgeries and offices, etc

• Energy saving lamps are not suitable for dimming
or for use with electronic switches. To use outdoors
only in enclosed and ventilated luminaries

ENERGY SAVING LAMP

ETS7
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ABB Installation Materials (East Asia) Pte Ltd
2, Ayer Rajah Crescent,
Singapore139935
Tel: (65) 773 8331
Fax: (65) 779 3401
Website: www.abb.com

ETS7
ENERGY SAVING LAMP

Type Voltage Watt Light Color Color Average Cap Type
-age Flux Rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

ETS7 15W 120/230 15 900 >80 2700/6500 >8000 E27/B22

ETS7 18W 120/230 18 1085 >80 2700/6500 >8000 E27/B22

ETS7 20W 120/230 20 1195 >80 2700/6500 >8000 E27/B22

ETS7 22W 120/230 22 1315 >80 2700/6500 >8000 E27/B22

ETS7 25W 120/230 25 1495 >80 2700/6500 >8000 E27/B22

ETS7 27W 120/230 27 1610 >80 2700/6500 >8000 E27/B22

Type L L1 A  C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

ETS7 15W 142 75 54 12.0 41 5.5 x 5.5 x 15.1 29.5 x 16.5 x 11.5 60.5 x 31.0 x 18.5 8.5 7.5

ETS7 18W 152 75 54 12.0 41 5.5 x 5.5 x 16.1 29.5 x 17.5 x 11.5 60.5 x 31.0 x 19.5 9.5 8.5

ETS7 20W 167 75 54 12.0 41 5.5 x 5.5 x 17.6 29.5 x 19.0 x 11.5 60.5 x 31.0 x 21.0 10.5 9.5

ETS7 22W 167 75 54 12.0 41 5.5 x 5.5 x 17.6 29.5 x 19.0 x 11.5 60.5 x 31.0 x 21.0 11.5 10.5

ETS7 25W 179 75 54 12.0 41 5.5 x 5.5 x 18.8 29.5 x 20.0 x 11.5 60.5 x 31.0 x 22.0 12.5 11.5

ETS7 27W 179 75 54 12.0 41 5.5 x 5.5 x 18.8 29.5 x 20.0 x 11.5 60.5 x 31.0 x 22.0 12.5 11.5

C

A

L1

L



ENERGY SAVING LAMP

• 8 times the life of an incandescent lamp, life span
of 8000 hours.  Now available in warm
white(2700K), cool white(4200K) and
daylight(6500K)

• Up to 70% energy savings compared with
incandescent lamps of the same brightness

• Excellent color rendering, RA≥80. Excellent light
appearances

• Indoor lighting: ETS energy saving lamps fit most
luminaries with screw base, especially where
continuous economical lighting is needed

• Commercial: Suitable for restaurants, hotels, foyers,
corridors, and offices, etc

• Energy saving lamps are not suitable for dimming
or for use with electronic switches. To use outdoors
only in enclosed and ventilated luminaries

ETS6
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ABB Installation Materials (East Asia) Pte Ltd
2, Ayer Rajah Crescent,
Singapore139935
Tel: (65) 773 8331
Fax: (65) 779 3401
Website: www.abb.com

ETS6
ENERGY SAVING LAMP

Type L L1 A ø C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

ETS6 7W 130 75 54 12.0 27 5.5 x 5.5 x 14.7 29.5 x 16.0 x 11.5 61.0 x 31.0 x 18.0 6.0 4.5

ETS6 9W 142 75 54 12.0 27 5.5 x 5.5 x 15.7 29.5 x 17.0 x 11.5 61.0 x 31.0 x 19.0 7.0 5.0

ETS6 11W 152 75 54 12.0 27 5.5 x 5.5 x 16.7 29.5 x 18.0 x 11.5 61.0 x 31.0 x 20.0 8.0 6.0

ETS6 15W 175 75 54 12.0 27 5.5 x 5.5 x 18.7 29.5 x 20.0 x 11.5 61.0 x 31.0 x 22.0 9.0 7.0

ETS6 18W 185 75 54 12.0 27 5.5 x 5.5 x 19.7 29.5 x 21.0 x 11.5 61.0 x 31.0 x 23.0 10.0 8.0

Type Voltage Watt Light Color Color Average Cap Type
-age flux rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

ETS6 7W 120/230 7 335 >80 2700/6500 >8000 E27/B22

ETS6 9W 120/230 9 490 >80 2700/6500 >8000 E27/B22

ETS6 11W 120/230 11 635 >80 2700/6500 >8000 E27/B22

ETS6 15W 120/230 15 900 >80 2700/6500 >8000 E27/B22

ETS6 18W 120/230 18 1085 >80 2700/6500 >8000 E27/B22

C

A

L1

L



ENERGY SAVING LAMP

• 8 times the life of an incandescent lamp, life span
of 8000 hours.

• Up to 70% energy savings compared with
incandescent lamps of the same brightness

• Soft and stable light appearances

• Excellent color rendering, RA≥80

• Suitable for restaurants, hotels, foyers, shops, and
offices, etc

• Energy saving lamps are not suitable for DC supply
and dimming

ELS1
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ABB Installation Materials (East Asia) Pte Ltd
2, Ayer Rajah Crescent,
Singapore139935
Tel: (65) 773 8331
Fax: (65) 779 3401
Website: www.abb.com

ELS1
ENERGY SAVING LAMP

Type L L1 A ø C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

ELS1 11W 164 67 64 - - 6.5 x 6.5 x 17 34.5 x 18.5 x 13.5 70.5 x 36.0 x 20.5 11.0 9.0

ELS1 13W 164 67 64 - - 6.5 x 6.5 x 17 34.5 x 18.5 x 13.5 70.5 x 36.0 x 20.5 11.0 9.0

ELS1 16W 164 67 64 - - 6.5 x 6.5 x 17 34.5 x 18.5 x 13.5 70.5 x 36.0 x 20.5 11.0 9.0

ELS1 18W 174 67 64 - - 6.5 x 6.5 x 18 34.5 x 19.5 x 21.5 70.5 x 36.0 x 21.5 12.0 10.0

Type Voltage Watt Light Color Color Average Cap Type
-age Flux Rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

ELS1 11W 120/230 11 465 >80 2700/6500 >8000 E27/B22

ELS1 13W 120/230 13 605 >80 2700/6500 >8000 E27/B22

ELS1 16W 120/230 16 910 >80 2700/6500 >8000 E27/B22

ELS1 18W 120/230 18 1030 >80 2700/6500 >8000 E27/B22

A

L1

L



ENERGY SAVING LAMP

• Longer lamp life span of  8000 hours

• Available in warm white(2700K), cool
white(4200K) and daylight(6500K)

• Up to 70% energy savings compared with
incandescent lamps of the same brightness

• Excellent color rendering, RA≥80

• With ivory glass reflector makes more symmetrical
and soft luminous intensity, suitable for restaurants,
hotels, foyers and family decorative lighting

• Energy saving lamps are not suitable for dimming
or for use with electronic switches. To use outdoors
only in enclosed and ventilated luminaries

EBS1

15



ABB Installation Materials (East Asia) Pte Ltd
2, Ayer Rajah Crescent,
Singapore139935
Tel: (65) 773 8331
Fax: (65) 779 3401
Website: www.abb.com

EBS1
ENERGY SAVING LAMP

Type L L1 A ø C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

EBS1 11W 150 77 73 - 90 10 x 10 x 15.5 - 53.0 x 31.5 x 33.0 8.0 6.0

EBS1 13W 150 77 73 - 90 10 x 10 x 15.5 - 53.0 x 31.5 x 33.0 8.0 6.0

EBS1 16W 160 77 73 - 100 10 x 10 x 16.5 - 53.0 x 31.5 x 34.5 9.0 7.0

EBS1 20W 160 77 73 - 100 10 x 10 x 16.5 - 53.0 x 31.5 x 34.5 9.0 7.0

Type Voltage Watt Light Color Color Average Cap Type
-age Flux Rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

EBS1 11W 120/230 11 605 >80 2700/6500 >8000 E27/B22

EBS1 13W 120/230 13 740 >80 2700/6500 >8000 E27/B22

EBS1 16W 120/230 16 910 >80 2700/6500 >8000 E27/B22

EBS1 20W 120/230 20 1145 >80 2700/6500 >8000 E27/B22
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ENERGY SAVING LAMP

• Suitable for creative luminaries design and modern
lighting systems

• Slim and compact

• High luminous efficiency, the comfortable and
warm luminous intensity

• 75-80% the energy savings compared with an
incandescent lamps of the same brightness

• Single-ended G23 base with integral starter and
RF suppression capacitor

EPU1
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EPU1
ENERGY SAVING LAMP

Type Voltage Watt Light Color Color Average Cap Type
-age Flux Rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

EPU1 5W 110/220 5 240 >80 2700/6500 >8000 G23

EPU1 7W 110/220 7 368 >80 2700/6500 >8000 G23

EPU1 9W 110/220 9 525 >80 2700/6500 >8000 G23

EPU1 11W 220 11 736 >80 2700/6500 >8000 G23

EPU1 13W 110 13 780 >80 2700/6500 >8000 G23

Type L L1 A ø C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

EPU1 5W 104 67 - 12.0 27.0 11.2x3.2x2.0 12.5x18.5x9.0 47.5x14.0x39.0 7.5 6.0

EPU1 7W 135 98 - 12.0 27.0 14.3x3.2x2.0 12.5x18.5x9.0 47.5x17.0x39.0 9.5 7.5

EPU1 9W 165 128 - 12.0 27.0 17.3x3.2x2.0 18.3x18.5x9.0 47.5x20.0x39.0 12.0 10.0

EPU1 11W 234 197 - 12.0 27.0 24.2x3.2x2.0 25.2x18.5x9.0 47.5x27.0x39.0 15.5 12.5

EPU1 13W 190 153 - 12.0 27.0 19.8x3.2x2.0 20.8x18.5x9.0 47.5x22.5x39.0 13.5 11.0
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ENERGY SAVING LAMP

• Ideal for miniature luminaries and downlights for
shallow recesses and for new lighting systems

• The same dimensions as general lamp

• 75-80% the energy savings compared with
general lamps of the same brightness

• The symmetrical luminous intensity distribution

• Six times the life of  an incandescent lamp

• Single-ended plug-in base with integral starter
and RF suppression capacitor

EPU2
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EPU2
ENERGY SAVING LAMP

Type L L1 A ø C Color Box Medium Box Carton G.W N.W
(mm) (mm) (mm) (mm) (mm) (cm) 10 pcs (cm) 30 pcs (cm) (kg) (kg)

EPU2 10W 119 77 - 12.0 27.0 12.7 x 3.3 x 3.3 19.5 x 14.0 x 8.0 43.0 x 16.0 x 41.5 7.5 6.0

EPU2 15W 144 102 - 12.0 27.0 15.2 x 3.3 x 3.3 19.5 x 16.5 x 8.0 43.0 x 18.5 x 41.5 10.0 8.0

EPU2 18W 154 112 - 12.0 27.0 16.2 x 3.3 x 3.3 19.5 x 17.5 x 8.0 43.0 x 19.5 x 41.5 11.0 9.0

     Type Voltage Watt Light Color Color Average Cap Type
-age Flux Rendering Temperature Life

(V) (W) (Lm) (Ra) (K) (Hrs)

EPU2 10W 220 10 600 >80 2700/6500 >8000 G24

EPU2 15W 220 15 957 >80 2700/6500 >8000 G24

EPU2 18W 220 18 1155 >80 2700/6500 >8000 G24
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