
T&B® Fittings

—
Features:
• Two way flow through ball valve
• ¼” female NPT threaded connection for assembling 

a drain tube

—
Applications:
• For use on stainless steel electrical enclosures
• Food and beverage facilities
• Drain adapter used in conjunction with the T&B ball 

valve, offers a UL Type 4X rating, IP69 and is 
suitable for wash down areas 

—
Conforms to:
• cULus Listed, Type 4x, when assembled with T&B® 

drain adapter, FG-DA-3/8
• NSF Certified per NSF/ANSI Standard 169 for food 

and beverage applications
• FDA compliant material

—
Materials / Finishes:
• Stainless Steel, Type 316 (corrosion resistance)

Ball valve is used on T&B® drain 
adapter, which helps drain 
accumulated moisture or small 
debris from stainless steel 
enclosures.

Certifications / Standards:
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—
We reserve the right to make technical 
changes or modify the contents of this 
document without prior notice. With 
regard to purchase orders, the agreed 
particulars shall prevail. ABB does not 
accept any responsibility whatsoever for 
potential errors or possible lack of 
information in this document.

We reserve all rights in this document and 
in the subject matter and illustrations  
contained therein. Any reproduction  
– in whole or in part – is forbidden without 
prior written consent of ABB.
 Copyright© 2020 ABB. All rights reserved.
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—
TECHNICAL DATA SHEET

Ball valve, stainless steel
Part number: DBV-1/4

1.55"
(39.37 mm)

Axis

Open

Close

Handle in Open 
position, aligned 
with Ball Valve 
Axis

Handle in Close position, 
perpendicular with ball 
valve Axis

2.62"
(66.51 mm)

1.57"
(39.88 mm)

1.18"
(29.97 mm)

0.80" 
(20.32 mm)

¼" NPT Male pipe thread

2.03"
(51.44 mm)

¾" Hex

¼" NPT Female pipe thread
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